Temperature (°C)

Peak Temperature: 260 °C max.
Max. Peak Temperature -5 °C: 30 sec. max.
Max. Time Above 217 °C: 60~150 sec. max.

Temperature Preheat Reflow Forced
Rising Area Area Area Cooling Area
+4.0 °C/Sec. Max. ‘ 150~200 °C/60~120 Sec. ‘ +3.0 °C/Sec. Max. ‘ -(1.0~5.0) °C/Sec. Max.
Peak Temperature: 260 °C
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