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Bourns Fixed Resistor Product Line Announces 
Metal Strip Current Sense Resistors 

 Model CRK Series 
Riverside, California – FEBRUARY 22, 2019 – Bourns is pleased to announce the introduction of its new 
CRK Series Metal Strip Current Sense Resistors. This new surface mount series helps strengthen the 
already broad range of surface mount chip resistors offered by Bourns.

Bourns® CRK Series Current Sense Resistors feature a robust metal strip resistive element which 
provides a TCR (Temperature Coefficient of Resistance) as low as 50 ppm/°C and a very broad operating 
temperature range up to 170°C. This series is available in 0612 (1632 Metric) and 0815 (2038 Metric) sizes 
with a power rating of 1 watt.

The wide terminal shape of the Model CRK Series helps to provide improved heat dissipation and higher 
reliability due to larger terminations and solder joint surfaces. The metal resistive element of these 
current sense resistors results in very low inductance, low noise and excellent reliability.  Available with 
low resistance values (down to 1 milliohm), the Model CRK Series is ideal for current sensing in consumer 
and telecommunication electronics and industrial automation applications.

This new family complements other circuit conditioning components offered by Bourns such as power 
inductors and rectifier diodes. More information on Bourns® Current Sense Resistors is available at  
www.bourns.com/products/fixed-resistors/current-sense-resistors. 

For further details on these exciting new models, please contact Bourns Customer Service/Inside Sales. 
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Features
n	 Wide	terminal	type
n	 Excellent	heat	dissipation
n	 High	reliability
n	 Metal	alloy	plate
n	 RoHS	compliant*	and	halogen	free**

Applications
n	 	Current	sensing
n	 	Power	supplies
n	 	Stepper	motor	drives
n	 	Input	amplifiers

*	 RoHS	Directive	2002/95/EC	Jan.	27,	2003	including	annex	and	RoHS	Recast	2011/65/EU	June	8,	2011.
**	Bourns	considers	a	product	to	be	“halogen	free”	if	(a)	the	Bromine	(Br)	content	is	900	ppm	or	less;	(b)	the	Chlorine	(Cl)	content	is	900	ppm	or	less;	
     and	(c)	the	total	Bromine	(Br) and	Chlorine	(Cl)	content	is	1500	ppm	or	less.

https://www.bourns.com/docs/product-datasheets/CRK.pdf
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