6MM SQUARE PANEL CONTROL
CONDUCTIVE PLASTIC, SEALED

m Conductive plastic s Linear * ™ g~ A~
s PC board and bushing mount ' P
& Plastic bushing and plastic shaft

m Withstands typical industrial washing processes

s Compact package saves board and panel space

Model 3370

B¢ Panel Controls

FOR DIMENSIONAL DRAWINGS, SEE FOLLOWING PAGE.
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: glectrical Characteristics

* gtandard Resistance Range ,
[ L OO SOOI 1K.ohms to 1 megohm

- Total Resistance Tolerance
LINEAY TADEIS ..reeviiieriececren et seeetes s aasts e saeeeruss e saeseobsasasatensaonarsaratatessesnsnsessansarsasatessrs herstassssssssssstarensaensnasensnsssssinbnyasisseassesoresnaesarsessnsnessensersrones +20%
TANABPENGENT LINBATIRY 1ooviviii ittt s s r b e sk e b3 bR s o8B R s RS SRSt e e AR SRS b e AR R e A R AR SO s rb oA eb R e R bR bbb e e R AR +5%
Absolute Minimum Resistance . 2 ohms maximum
Etfective Electrical Angle ....... ....280° nominal
Contact Resistance Variation .... ohm or 1% (whichever is greater)
Dielectric Withstanding Voltage
B08 LOVEI .ottt bbb e s e e sa e e e e Re SRR R4 Rk see SRR e e e R R A eE e R R SeeRRRae £ SR a ekt esaeE e R e e R e Ao b e sen e v asre e 900 VAC minimum
TO,000 FEEL ..ueriieire ettt tesercetevcacvr e s s st e e eses s sae s reseaeseshastasenssenme s st enesaarare sortanraes s Rt asatnesanesebatebaenssenatetesensaearasne s s srrSRa e Rt asesbnsranteeeans 350 VAC minimum
Insulation Resistance . 1,000 megohms minimum
Power Rating @ 70°C (Derate to 0 at 125°C - Voltage Limited By Power Dissipation or 200 VAC, Whichever is LeSS) .......ccocreeninininvcrncrsneneensn 125 watts
.. Environmental Characteristics
SLOTAGE TEIMPEIALUIE .....c.uvrrrrireeesieereeireseviuestestestssrvanestesaseessecaesscesanssstaressnsaentsssasensnntsestsseastess oesesseasatsssesssensestessasasnserssesenseoneransensessassensasacsnens -55°C to +125°C

TCR (Over Storage Temperature Range) ..+1,000ppm/°C
VIDTBYON ... ceeieeesce et reies et et s st e resveeseeaestas s e s as e s e e st se s e e ssnessarasabesessseaseasaesesbesststsses artessansessesassasnnsnensestsvasensensastarssestaseessrasesasansvantsenertrasmnssansesesasnsasaraee 30G
Total Resistance Shift .. .11% maximum
Voltage Ratio Shift ... .11% maximum
SHOCK ...cuvvecevieersrrarresnsratrtsesnsessesaeraseosesasaesaesestasessvsaasssossasersrassss sstossesessosesestonantesasessessesssesn subessaserssansssesessessossnsesssaessstontnsonsestorsosessinsrysossrsestetentasersesenasss 100G

Total Resistance Shift .. .11% maximum

“. Voltage Ratio Shift ....... ..11% maximum

* Load Life (1,000 Hours) ......cccooerrvivcrnnnn. £10% TRS maximum

Rotational Life-No Load (10,000 Cycles) +5% TRS maximum
CRV @ 5,000 Cycles .........

Moisture Resistance
SBAI TOST ..viivecsiieie it te e cee s st e te b e st esvesse st e et e e e sesbes e s e ne £ ke vas e R g e s aR et A b eaE e s eRaeaseR e Rs oY b e b e Rt sasesseaeaE e nter e e R te e e besReeb ek e eRaebar s e b nas ke nha bt ebeartenrerneate

Mechanical Characteristics

SEOP SHENGEN ©..vrereee ettt ettt sa st e s bbb sa s e s e bbb AR e bR eb R e A PR S RReR SRR b s s R RS EARRERERERn e R en bbb 5.65 Ncm
MECRANICAN ANGIE ..ottt ettt e ses ettt s sk oh ot b ke aea s 2S48 ke £ e s a s s e e s stk st et e stk bt e s s nas e Bb RSt et s R e e s e bbb s b se bt e s s 310° nominal
Torque

BRUNMIIIG - o1 ettt sttt e e s et ss s eseae st st st ae s e s evobae se st e sasasses deaeacras s tensa b st ee e 1A s se s R e seaa b st £ bevasas b neav sk eusessnsssamasaserebateseseernontssss srnarennanin 0.14 to 1.41 Nem

Starting .0.35t0 1.41 Nem
WWBIGRE ... ettt et o ettt st s tea st e bt e st st s s s oo ke A sas e s as st s as s sane b bea e e e s et R e e £ 4 s ey e e s E s e S e R e e an £ ea s be pa s s ads A e NeeeR e e HER heRs e Sas s e N b b sabe s ana e rsnaRas 4.5 grams
Flammability .. Conforms to UL94V-0
Epoxy ......... Conforms to UL94V-1
TOIITHNAIS 1 evevrercereevrerereraer e re et et e e e ets e e se sty s a st s st e sas e eecscass s en et eas 1o asasabesae s s et oeebe SO s e b e b e e A s Lo A6 RS S Prm e S h e s et e e ks b SR e e R b s sk e as e b es Soliderable pins
PAKING <o et st st e Manufacturer's symbol and model number, terminal style, date code and resistance code

STANDARD RESISTANCE TABLE HOW TO ORDER
Resistance Resistance 3370 C - 1 - 103
{Ohms) Code
1,000 102 ]
2,000 202 Model
5,000 502
10,000 103 Style
Standard or Modified
Product indicator
-1 = Standard Product

Resistance Code

Consult factory for other available options.

Poputar values listed in boldface. Special
resistances available.

*'Fluorinert' is a registered trademark of 3M Co.
Spacifications are subject to change without notice,
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BOURNS

DIMENSIONAL DRAWINGS AND TOLERANCES
Model 3370

FOR PRODUCT SPECIFICATIONS, SEE PRIOR PAGE.

COMMON DIMENSIONS
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Specifications are subject to change without notice.
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