FEATURES

m .

Extended Temperature Range: —65° to 4+-125°C.
Outstanding resistance to humidity. Exceeds
humidity cycling requirements of MIL-R-12934.
Dual collector pick-off assures outstanding
vibration and shock performance.

Shaft supported front and rear by precision

ball bearings*.

Housing: high temperature, moisture resistant,
thermosetting plastic.

Performance of the Model 3465 is guaranteed by
the Bourns Reliability Program, which includes
individual inspection to published electrical

and physical characteristics.

Custom design capability is available to satisfy
your most demanding and difficult special requirements.
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ELECTRICAL CHARACTERISTICS

Standard Resistance Range .................... '.. 509 to 100K ohms
Resistance Tolerance* ............c..oovivrireniiiineneanen +3%
Linearity (Independent)* ....... .. ... ... ... .ol +0.3%
Resolution ......... ...l See Standard Resistance Table
Effective Efectrical Angle* .............ccovieveereanin 3500 *2°
Absolute Minimum Resistance* ...... 1€ or 0.1%, whichever is greater
NOISE™ .o 1002 maximum
Power Ratings:
T00C et s 4 watts
1250 e 0 watt
Dielectric Strength ............ ... ... i, MIL-R-12934
Sealevel ...........oiiiiiiiii 1000 volts AC minimum
70,000feet ......... ... 300 volts AC minimum
Insulation Resistance, 500 volts DC* ......... 1000 megohms minimum
ENVIRONMENTAL CHARACTERISTICS
Operating Temperature Range ...................... —65 to +125°C
Temperature Coefficient of Resistance Wire ...... 20 PPM/°C maximum
Humidity ...............ccait MIL-R-12934, humidity cycling
Vibration ... MIL-R-12934, 15Gs
WiperBounce ...............ciiiiil, 0.1 millisecond maximum
Wiper Shift ........ ... . 1.0% maximum
Shock ..o MIL-R-12934, 50Gs
Wiper Bounce and Wiper Shift .................. Same as vibration
Load Life ...............ooovivin MIL-R-12934 4.6.20.2, 1000 hours
Resistance Shift ......... ... .. ... i 2.0% maximum
SandandDust ......... ..ot MIL-E-5272
FUNGUS . ottt MIL-E-5272
Salt Spray ... MIL-R-12934
MECHANICAL AND PHYSICAL CHARACTERISTICS
Mechanical Angle ...... ..ot Continuous
Shaft Runout* ........ ... .. e .001in. T.L.R.
Shaft End Play* ...........coo i .003in. T.I.LR.
Shaft Radial Play* ............. ... i, 0015 in. T.1.R.
Pilot Diameter Runout™ ............... ... ... .ol .002in. T.1.R.
Lateral Runout* .......... .. ...t .003in. T.I.R.
Rotational Life ......................... 1,000,000 shaft revolutions
Torque*
Starting ..........c 1.0 0z.- in. maximum
BUNNING ...t s 0.6 0z.-in. maximum
(Add 75% for each additional cup)
Moment of fnertia ............... .. i i 1.67 gm. cm?
GaANGING .. .ov ittt s 8 cups maximum
Weight ... Approximately 3 oz.
Terminals .........co i Gold plated turrets
Markings*................... Manufacturer’'s name and part number,

resistance value and tolerance, linearity
tolerance, wiring diagram and date code

NOTES

*100% or statistical sample inspection performed to insure highest
quality.
Specifications are subject to change without notice.
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