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Multi-layer Chip Beads Impedance Current Sealed Size - mm
(L x W x H)

MA3216 High Low • 3.2 x 1.6 x 0.8 
MH4532 Low High • 4.5 x 3.2 x 1.5
MH4516 Low High • 4.5 x 1.6 x 1.6
MH3225 Low High • 3.2 x 2.5 x 1.3
MH3261 Low High • 3.2 x 1.6 x 1.1
MH2029 Low High • 2.0 x 1.2 x 0.9
MH1608 Low High • 1.6 x 0.8 x 0.8
MG3261, MU3261, MZ3261 High Low • 3.2 x 1.6 x 1.1
MG2029, MU2029, MZ2029 High Low • 2.0 x 1.2 x 0.9
MG1608, MU1608, MZ1608 High Low • 1.6 x 0.8 x 0.8
MT4532 Low Low • 4.5 x 3.2 x 1.5
MT4516 Low Low • 4.5 x 1.6 x 1.6
MT3225 Low Low • 2.0 x 1.25 x 1.25
MT3266 Low Low • 3.2 x 1.6 x 1.6
MT3261 Low Low • 3.2 x 1.6 x 1.1
MT2029 Low Low • 2.0 x 1.2 x 0.9
MT1608 Low Low • 1.6 x 0.8 x 0.8

Chip
Technology Construction Shielded

Preferred Lab Kit Size - mm
Inductors Models Availability (L x W x H)

CF252016 Multi-layer Sealed • • 2.5 x 2.0 x 1.6
CF322513 Multi-layer Sealed • • 3.2 x 2.5 x 1.3
CF453216 Multi-layer Sealed • • 4.5 x 3.2 x 1.6
CI100505 Multi-layer Sealed • • 1.0 x 0.5 x 0.5
CI160808 Multi-layer Sealed • • 1.6 x 0.8 x 0.8
CI201210 Multi-layer Sealed • • 2.0 x 1.25 x 1.0
CS160808 Multi-layer Sealed • • • 1.6 x 0.8 x 0.8
CS201212 Multi-layer Sealed • • • 2.0 x 1.25 x 1.25
CS321613 Multi-layer Sealed • • • 3.2 x 1.6 x 1.3
CW160808 Wirewound Open • 1.65 x 1.05 x 1.05
CW201212 Wirewound Open • 2.1 x 1.5 x 1.3
CW252016 Wirewound Open • 2.75 x 2.6 x 2.0
CM100505 Wirewound Sealed • 1.0 x 0.5 x 0.5
CM160808 Wirewound Sealed • • 1.6 x 0.8 x 0.8
CM201212 Wirewound Sealed • • 2.0 x 1.25 x 1.25
CM252016 Wirewound Sealed • • 2.5 x 2.0 x 1.6
CM322522 Wirewound Sealed • • 3.2 x 2.5 x 2.2
CM453232 Wirewound Sealed • • 4.5 x 3.2 x 3.2
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Power Product Product Range Current Range
Inductors Construction Size (mm) Min. and Max. Values Min. and Max. Values

L x H

SDR0302 Non-Shielded 3.0 x 2.5 1.0 uH to 1200 uH 0.6 A to 2.1 A
SDR0403 Non-Shielded 4.5 x 3.2 1.0 uH to 220 uH 0.2 A to 3.8 A
SDR0503 Non-Shielded 5.0 x 4.5 10 uH to 15 mH 0.03 A to 1.6 A
SDR0602 Non-Shielded 5.8 x 2.2 2.7 uH to 560 uH 0.12 A to 1.5 A
SDR0603 Non-Shielded 5.6 x 3.7 1.5 uH to 470 uH 0.15 A to 3 A
SDR0604 Non-Shielded 5.6 x 4.5 1.0 uH to 820 uH 0.20 A to 7.3 A
SDR0805 Non-Shielded 7.5 x 5.0 1.5 uH to 4.7 mH 0.15 A to 9.1 A
SDR0703 Non-Shielded 6.5 x 2.7 1.0 uH to 1000 uH 0.08 A to 2.2 A
SDR0906 Non-Shielded 9.5 x 5.5 2.2 uH to 10 mH 0.10 A to 6.7 A
SDR1005 Non-Shielded 12.7 x 5.0 1.0 uH to 10 mH 0.11 A to 9.0 A
SDR1006 Non-Shielded 10.5 x 6.0 1.5 uH to 4700 uH 0.1 A to 6.4 A
SDR1030 Non-Shielded 10.0 x 3.0 2.7 uH to 1000 uH 0.2 A to 3.0 A
SDR1045 Non-Shielded 10.0 x 4.5 2.7 uH to 1000 uH 0.38 A to 4.8 A
SDR1105 Non-Shielded 11.0 x 4.8 10 uH to 200 uH 0.24 A to 10 A
SDR1305 Non-Shielded 12.7 x 4.8 2.5 uH to 1000 uH 0.46 A to 7.2 A
SDR1307 Non-Shielded 13.0 x 7.3 1.5 uH to 1000 uH 0.65 A to 9.5 A
SDR1806 Non-Shielded 18.3 x 6.6 1.0 uH to 1000 uH 0.5 A to 10 A
SDR2207 Non-Shielded 22.0 x 7.0 0.8 uH to 100 uH 3.0 A to 35 A
SDR7030 Non-Shielded 7.0 x 3.0 1.0 uH to 1000 uH 0.15 A to 3.0 A
SDR7045 Non-Shielded 7.0 x 4.5 1.2 uH to 1000 uH 0.22 A to 3.8 A
SRR0603 Shielded 6.5 x 3.3 1.5 uH to 1000 uH 0.13 A to 3.5 A
SRR0604 Shielded 6.5 x 4.8 1.5 uH to 1000 uH 0.15 A to 3.9 A
SRR0618 Shielded 6.3 x 1.9 2.2 uH to 100 uH 0.23 A to 1.70 A
SRR0804 Shielded 10.5 x 3.8 5.0 uH to 470 uH 0.28 A to 2.8 A
SRR0805 Shielded 10.5 x 4.5 2.2 uH to 1000 uH 0.24 A to 4.9 A
SRR0906 Shielded 10.5 x 6.0 2.7 uH to 10 mH 0.07 A to 3.2 A
SRR0908 Shielded 10.5 x 7.5 10 uH to 15 mH 0.12 A to 10 A
SRR1003 Shielded 12.7 x 2.7 1.5 uH to 470 uH 0.45 A to 8.0 A
SRR1005 Shielded 12.7 x 4.9 2.2 uH to 3.3 mH 0.17 A to 8.0 A
SRR1205 Shielded 12.7 x 5.0 2.5 uH to 820 uH 0.57 A to 10 A
SRR1206 Shielded 12.7 x 6.0 2.5 uH to 1.5 mH 0.42 A to 10 A
SRR1208 Shielded 12.7 x 8.0 2.5 uH to 1.5 mH 0.55 A to 10 A
SRR1240 Shielded 12.5 x 4.0 1.5 uH to 100 uH 1.25 A to 9.2 A
SRR1260 Shielded 12.5 x 6.0 1.2 uH to 100 uH 1.70 A to 9.8 A
SRR1305 Shielded 12.5 x 5.0 0.9 uH to 2.7 uH 12 A to 20 A
SRR3011 Shielded 3.8 x 1.15 1.5 uH to 100 uH 0.18 A to 1.6 A
SRR4011 Shielded 4.8 x 1.15 0.47 uH to 150 uH 0.25 A to 3.2 A
SRR6603 Shielded 6.6 to 3.0 1.0 uH to 1000 uH 0.1 A to 2.2 A
SRR7032 Shielded 7.0 x 3.2 3.3 uH to 1000 mH 0.15 A to 2.4 A
SRR7045 Shielded 7.0 x 4.5 10 uH to 1000 uH 0.25 A to 2.0 A
SRU1028 Shielded 10.0 x 2.8 1.0 uH to 150 uH 0.70 A to 7.0 A
SRU1038 Shielded 10.0 x 3.8 1.5 uH to 330 uH 0.55 A to 7.2 A
SRU1048 Shielded 10.0 x 4.8 0.8 uH to 330 uH 0.65 A to 7.8 A
SRU3011 Shielded 3.5 x 1.1 1.5 uH to 10 uH 0.40 A to 1.1 A
SRU5011 Shielded 5.2 x 1.1 1.5 uH to 100 uH 0.20 A to 1.8 A
SRU5016 Shielded 5.2 x 1.6 1.8 uH to 100 uH 0.30 A to 1.75 A
SRU5018 Shielded 5.2 x 1.8 1.0 uH to 100 uH 0.32 A to 2.8 A
SRU5028 Shielded 5.2 x 2.8 1.2 uH to 100 uH 0.47 A to 3.5 A
SRU8028 Shielded 8.0 x 2.8 2.5 uH to 100 uH 0.75 A to 4.5 A
SRU8043 Shielded 8.0 x 4.3 2.2 uH to 100 uH 1.0 A to 5.4 A

Complete specifications for all of Bourns® Inductive Products are available at www.bourns.com
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Computer Home Electronics Industrial Instrumentation

CF252016 • Memory module • Wireless microphone • Small motors
CF322513 • Off-road hydraulics
CF453215

CI100505 • Automatic garage • Heater control board • Auto temperature
CI160808 door opener sensor
CI201210 • Synthesizer
CM100505 • Car alarm
CM160808 • Wireless LAN router • Sony Playstation • Data card reader • Wireless meter reading
CM201210 • Access switch • Animal containment • Barcode reader • Temperature sensor
CM252016 • Internet server system • Braking system • Hand-held tester
CM322522 • DSL line tester • RF filter
CM453232 • Disk drive • Sensor

• Radiation detector
• Altimeter

CS160808 • Computer • PC peripheral devices • Microcontroller
CS201212 board
CS321613

CW160808 • RF access system • Postal tag • Noise reduction
CW201212 • RF power amplifier
CW252016

SDR0302 SDR0603 • Palm pilot upgrade • Joystick • Brake control circuit • Circuit board tester 
SDR0403 SDR0604 • Printer • HDTV exciter circuit • Forklift • Hand-held tester
SDR0503 SDR0703 • Laptop computer • Child’s security • Power distribution  • Leak detector
SDR0602 SDR0805 • Cable modem system system • Cardiology board

• Digital camera  • Battery back-up • Ultrasound generator
circuit • Soil moisture sensor

• Power monitor • RF ID readers
• Airport gate security
• Wire bonding machine

SDR0906 SDR1305 • Computer graphics • Consumer electronics • Emergency siren • Mobile telemetry
SDR1005             SDR1307 board • Skidoo • Fire truck accessory • Ultrasound equipment
SDR1006             SDR1806 • Handheld computer • Handheld games • Metal detector
SDR1030             SDR2207 • Vehicle computer • Digital camera • Remote time clock
SDR1045             SDR7030 • HVAC controller
SDR1105             SDR7045 • Battery charger

• Flight surface controller
• Light bar (emergency

vehicles)
• Industrial laser
• Motor drivers
• Engine governor

SRR0603             SRR0805 • Automotive audio • Agricultural • Test equipment
SRR0604             SRR3011 equipment equipment • Moisture meter
SRR0618             SRR4011 • Scanner • Handheld water
SRR0804             SRR6603 tester

SRR0906             SRR1240 • Cable connector • HDTV exciter circuit • Regulator • Heart monitor
SRR0908             SRR1260 • Printer for the blind • Set-top box • Sprinkler controller • DNA analyzer
SRR1003             SRR1305 • Disk drive • Automotive audio • Laser • Veterinary 
SRR1005             SRR1806 • Print head equipment • Battery charger instrumentation
SRR1205             SRR7032 • Card detector • Mobile crane • Article survelliance
SRR1206             SRR7045 • Packaging machine system
SRR1208

SRU1028             SRU5016 • Automotive radio • Agricultural equipment • Test equipment
SRU1038             SRU5018 equipment • Scanner • Moisture meter
SRU1048             SRU5028 • Handheld water tester
SRU3011             SRU8028
SRU5011             SRU8043

MG, MH, MT, MU, MZ Chip Beads • EMI suppression in • Noise suppression in • Sprinkler controller • Laser
and broad band signal digital TVs,Video
MA3216 Ferrite Bead Arrays lines, in DC power Tape Recorders

lines, in high and portable
frequency noise filters communications
and in I/O lines of
notebook PCs
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Internet Location               Medical Electronics     Optical-Electronics Power Supply Telecom

• XM receiver
• Cordless phone

• Internet appliance • Global Positioning • Patient monitoring • Video circuit • Bluetooth
System (GPS) equipment • Optical transition • Cellphone

circuit • Radio
• RF module

• GPS system for • Medical therapy • Surveillance/security • Bluetooth
life raft equipment camera • DSL line tester 

• Medical instrumentation • Mobile phone
• Medical test • Telecom interface

equipment • Radio
• Amplifier

• Animal tracking • Fiberoptic
device transceiver

• Video board
• Internet appliance • Power supply • Railroad phone

• Wireless LAN
• Cordless phone

• Wireless modem • Location tagger • Medical test • Surveillance • Switching regulator • Cellphone
(GPS location of equipment instrumentation • RF power supply • Cordless phone
package) • DC-DC converter • RF transmitter

• Nurse call station
• Modem
• Radio

• Internet server • Global Positioning • Medical scanner • Video imaging • DC-DC module • S-band repeater
• Optical network System (GPS) circuit • AC drive circuit • Communications

• Video network • Power supply board
• Helmet headlamp • DC-DC power filter • In-flight entertain-
• Cockpit display ment system

• Avionics/navigation • Bone growth • Dental light • DC-DC switcher • Cellphone
equipment • Optical camera • Preamplifier for

condensor microphone
• VOIP handset
• Cable TC equipment
• Modem

• Internet appliance • Asset tag (GPS • Hemoglobin separator • Camera • DC-DC power supply • S-band repeater
locator) • Heads-up display • Power supply • Field radio

• Power converter • Cordless phone

• Avionics/navigation • Bone growth equipment • Dental light • DC-DC switcher • Cellphone
• Optical camera • Preamplifier for 

condensor microphone
• VOIP handset
• Cable TC equipment
• Modem

• EMI suppression in • EMI suppression
headphones, CD-ROMs,
DVDs and other
equipment
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3L Coil Bourns
SMDCHSR0603-10NG CW160808-10NG
SMDCHSR0603-10NJ CW160808-10NJ
SMDCHSR0603-12NG CW160808-12NG
SMDCHSR0603-12NJ CW160808-12NJ
SMDCHSR0603-15NG CW160808-15NG
SMDCHSR0603-15NJ CW160808-15NJ
SMDCHSR0603-18NG CW160808-18NG
SMDCHSR0603-18NJ CW160808-18NJ
SMDCHSR0603-1N8M CW160808-1N8M
SMDCHSR0603-22NG CW160808-22NG
SMDCHSR0603-22NJ CW160808-22NJ
SMDCHSR0603-27NG CW160808-27NG
SMDCHSR0603-27NJ CW160808-27NJ
SMDCHSR0603-33NG CW160808-33NG
SMDCHSR0603-33NJ CW160808-33NJ
SMDCHSR0603-39NG CW160808-39NG
SMDCHSR0603-39NJ CW160808-39NJ
SMDCHSR0603-3N9K CW160808-3N9K
SMDCHSR0603-47NG CW160808-47NG
SMDCHSR0603-47NJ CW160808-47NJ
SMDCHSR0603-4N7K CW160808-4N7K
SMDCHSR0603-56NG CW160808-56NG
SMDCHSR0603-56NJ CW160808-56NJ
SMDCHSR0603-68NG CW160808-68NG
SMDCHSR0603-68NJ CW160808-68NJ
SMDCHSR0603-6N8G CW160808-6N8G
SMDCHSR0603-6N8J CW160808-6N8J
SMDCHSR0603-82NG CW160808-82NG
SMDCHSR0603-82NJ CW160808-82NJ
SMDCHSR0603-8N2G CW160808-8N2G
SMDCHSR0603-8N2J CW160808-8N2J
SMDCHSR0603-R10G CW160808-R10G
SMDCHSR0603-R10J CW160808-R10J
SMDCHSR0603-R12G CW160808-R12G
SMDCHSR0603-R12J CW160808-R12J
SMDCHSR0603-R15G CW160808-R15G
SMDCHSR0603-R15J CW160808-R15J
SMDCHSR0603-R18G CW160808-R18G
SMDCHSR0603-R18J CW160808-R18J
SMDCHSR0603-R22G CW160808-R22G
SMDCHSR0603-R22J CW160808-R22J
SMDCHSR0603-R27G CW160808-R27G
SMDCHSR0603-R27J CW160808-R27J
SMDCHSR0805-10NG CW201212-10NG
SMDCHSR0805-10NJ CW201212-10NJ
SMDCHSR0805-12NG CW201212-12NG
SMDCHSR0805-12NJ CW201212-12NJ
SMDCHSR0805-15NG CW201212-15NG
SMDCHSR0805-15NJ CW201212-15NJ
SMDCHSR0805-18NG CW201212-18NG
SMDCHSR0805-18NJ CW201212-18NJ
SMDCHSR0805-22NG CW201212-22NG
SMDCHSR0805-22NJ CW201212-22NJ
SMDCHSR0805-27NG CW201212-27NG
SMDCHSR0805-27NJ CW201212-27NJ
SMDCHSR0805-2N2J CW201212-2N2J
SMDCHSR0805-33NG CW201212-33NG
SMDCHSR0805-33NJ CW201212-33NJ
SMDCHSR0805-39NG CW201212-39NG
SMDCHSR0805-39NJ CW201212-39NJ
SMDCHSR0805-3N3J CW201212-3N3J
SMDCHSR0805-47NG CW201212-47NG
SMDCHSR0805-47NJ CW201212-47NJ
SMDCHSR0805-4N7J CW201212-4N7J
SMDCHSR0805-56NG CW201212-56NG
SMDCHSR0805-56NJ CW201212-56NJ
SMDCHSR0805-68NG CW201212-68NG
SMDCHSR0805-68NJ CW201212-68NJ
SMDCHSR0805-6N8G CW201212-6N8G
SMDCHSR0805-6N8J CW201212-6N8J
SMDCHSR0805-82NG CW201212-82NG
SMDCHSR0805-82NJ CW201212-82NJ
SMDCHSR0805-8N2G CW201212-8N2G
SMDCHSR0805-8N2J CW201212-8N2J
SMDCHSR0805-R10G CW201212-R10G
SMDCHSR0805-R10J CW201212-R10J
SMDCHSR0805-R12G CW201212-R12G
SMDCHSR0805-R12J CW201212-R12J
SMDCHSR0805-R15G CW201212-R15G
SMDCHSR0805-R15J CW201212-R15J
SMDCHSR0805-R18G CW201212-R18G
SMDCHSR0805-R18J CW201212-R18J
SMDCHSR0805-R22G CW201212-R22G
SMDCHSR0805-R22J CW201212-R22J
SMDCHSR0805-R27G CW201212-R27G
SMDCHSR0805-R27J CW201212-R27J
SMDCHSR0805-R33G CW201212-R33G
SMDCHSR0805-R33J CW201212-R33J
SMDCHSR0805-R39G CW201212-R39G
SMDCHSR0805-R39J CW201212-R39J
SMDCHSR0805-R47G CW201212-R47G

3L Coil Bourns
SMDCHSR0805-R47J CW201212-R47J
SMDCHSR0805-R56G CW201212-R56G
SMDCHSR0805-R56J CW201212-R56J
SMDCHSR0805-R68G CW201212-R68G
SMDCHSR0805-R68J CW201212-R68J
SMDCHSR0805-R82G CW201212-R82G
SMDCHSR0805-R82J CW201212-R82J
SMDCHSR0805-R91G CW201212-R91G
SMDCHSR0805-R91J CW201212-R91J
SMDCHSR1008-10NJ CW252016-10NJ
SMDCHSR1008-10NK CW252016-10NK
SMDCHSR1008-12NJ CW252016-12NJ
SMDCHSR1008-12NK CW252016-12NK
SMDCHSR1008-15NJ CW252016-15NJ
SMDCHSR1008-15NK CW252016-15NK
SMDCHSR1008-18NJ CW252016-18NJ
SMDCHSR1008-18NK CW252016-18NK
SMDCHSR1008-1R0G CW252016-1R0G
SMDCHSR1008-1R0J CW252016-1R0J
SMDCHSR1008-1R2G CW252016-1R2G
SMDCHSR1008-1R2J CW252016-1R2J
SMDCHSR1008-1R5G CW252016-1R5G
SMDCHSR1008-1R5J CW252016-1R5J
SMDCHSR1008-1R8G CW252016-1R8G
SMDCHSR1008-1R8J CW252016-1R8J
SMDCHSR1008-22NJ CW252016-22NJ
SMDCHSR1008-22NK CW252016-22NK
SMDCHSR1008-27NJ CW252016-27NJ
SMDCHSR1008-27NK CW252016-27NK
SMDCHSR1008-2R2G CW252016-2R2G
SMDCHSR1008-2R2J CW252016-2R2J
SMDCHSR1008-2R7G CW252016-2R7G
SMDCHSR1008-2R7J CW252016-2R7J
SMDCHSR1008-33NJ CW252016-33NJ
SMDCHSR1008-33NK CW252016-33NK
SMDCHSR1008-39NJ CW252016-39NJ
SMDCHSR1008-39NK CW252016-39NK
SMDCHSR1008-3R3G CW252016-3R3G
SMDCHSR1008-3R3J CW252016-3R3J
SMDCHSR1008-3R9G CW252016-3R9G
SMDCHSR1008-3R9J CW252016-3R9J
SMDCHSR1008-47NJ CW252016-47NJ
SMDCHSR1008-47NK CW252016-47NK
SMDCHSR1008-4R7G CW252016-4R7G
SMDCHSR1008-4R7J CW252016-4R7J
SMDCHSR1008-56NG CW252016-56NG
SMDCHSR1008-56NJ CW252016-56NJ
SMDCHSR1008-68NG CW252016-68NG
SMDCHSR1008-68NJ CW252016-68NJ
SMDCHSR1008-82NG CW252016-82NG
SMDCHSR1008-82NJ CW252016-82NJ
SMDCHSR1008-R10G CW252016-R10G
SMDCHSR1008-R10J CW252016-R10J
SMDCHSR1008-R12G CW252016-R12G
SMDCHSR1008-R12J CW252016-R12J
SMDCHSR1008-R15G CW252016-R15G
SMDCHSR1008-R15J CW252016-R15J
SMDCHSR1008-R18G CW252016-R18G
SMDCHSR1008-R18J CW252016-R18J
SMDCHSR1008-R22G CW252016-R22G
SMDCHSR1008-R22J CW252016-R22J
SMDCHSR1008-R27G CW252016-R27G
SMDCHSR1008-R27J CW252016-R27J
SMDCHSR1008-R33G CW252016-R33G
SMDCHSR1008-R33J CW252016-R33J
SMDCHSR1008-R39G CW252016-R39G
SMDCHSR1008-R39J CW252016-R39J
SMDCHSR1008-R47G CW252016-R47G
SMDCHSR1008-R47J CW252016-R47J
SMDCHSR1008-R56G CW252016-R56G
SMDCHSR1008-R56J CW252016-R56J
SMDCHSR1008-R68G CW252016-R68G
SMDCHSR1008-R68J CW252016-R68J
SMDCHSR1008-R82G CW252016-R82G
SMDCHSR1008-R82J CW252016-R82J
SMTDR0402-100K SDR0703-100K
SMTDR0402-101K SDR0703-101K
SMTDR0402-102K SDR0703-102K
SMTDR0402-150K SDR0703-150K
SMTDR0402-151K SDR0703-151K
SMTDR0402-1R0M SDR0703-1R0M
SMTDR0402-220K SDR0703-220K
SMTDR0402-221K SDR0703-221K
SMTDR0402-2R2M SDR0703-2R2M
SMTDR0402-330K SDR0703-330K
SMTDR0402-331K SDR0703-331K
SMTDR0402-3R3M SDR0703-3R3M
SMTDR0402-470K SDR0703-470K
SMTDR0402-471K SDR0703-471K
SMTDR0402-4R7K SDR0703-4R7K
SMTDR0402-680K SDR0703-680K

3L Coil Bourns
SMTDR0402-681K SDR0703-681K
SMTDR0402-6R8K SDR0703-6R8K
SMTDR105-100M SDR1006-100M
SMTDR105-101K SDR1006-101K
SMTDR105-120M SDR1006-120M
SMTDR105-121K SDR1006-121K
SMTDR105-150M SDR1006-150M
SMTDR105-151K SDR1006-151K
SMTDR105-180M SDR1006-180M
SMTDR105-181K SDR1006-181K
SMTDR105-220M SDR1006-220M
SMTDR105-221K SDR1006-221K
SMTDR105-270K SDR1006-270K
SMTDR105-271K SDR1006-271K
SMTDR105-330K SDR1006-330K
SMTDR105-331K SDR1006-331K
SMTDR105-390K SDR1006-390K
SMTDR105-391K SDR1006-391K
SMTDR105-470K SDR1006-470K
SMTDR105-471K SDR1006-471K
SMTDR105-560K SDR1006-560K
SMTDR105-561K SDR1006-561K
SMTDR105-680K SDR1006-680K
SMTDR105-681K SDR1006-681K
SMTDR105-820K SDR1006-820K
SMTDR105-821K SDR1006-821K
SMTDR43-100M SDR0403-100M
SMTDR43-120M SDR0403-120M
SMTDR43-150M SDR0403-150M
SMTDR43-180M SDR0403-180M
SMTDR43-1R0M SDR0403-1R0M
SMTDR43-1R4M SDR0403-1R4M
SMTDR43-1R8M SDR0403-1R8M
SMTDR43-220M SDR0403-220M
SMTDR43-270K SDR0403-270K
SMTDR43-2R2M SDR0403-2R2M
SMTDR43-2R7M SDR0403-2R7M
SMTDR43-330K SDR0403-330K
SMTDR43-390K SDR0403-390K
SMTDR43-3R3M SDR0403-3R3M
SMTDR43-3R9M SDR0403-3R9M
SMTDR43-470K SDR0403-470K
SMTDR43-4R7M SDR0403-4R7M
SMTDR43-560K SDR0403-560K
SMTDR43-5R6M SDR0403-5R6M
SMTDR43-680K SDR0403-680K
SMTDR43-6R8M SDR0403-6R8M
SMTDR43-8R2M SDR0403-8R2M
SMTDR54-100M SDR0604-100M
SMTDR54-101K SDR0604-101K
SMTDR54-120M SDR0604-120M
SMTDR54-121K SDR0604-121K
SMTDR54-150Y SDR0604-150Y
SMTDR54-151K SDR0604-151K
SMTDR54-180Y SDR0604-180Y
SMTDR54-181K SDR0604-181K
SMTDR54-220Y SDR0604-220Y
SMTDR54-221K SDR0604-221K
SMTDR54-270Y SDR0604-270Y
SMTDR54-330K SDR0604-330K
SMTDR54-390K SDR0604-390K
SMTDR54-470K SDR0604-470K
SMTDR54-560K SDR0604-560K
SMTDR54-680K SDR0604-680K
SMTDR54-820K SDR0604-820K
SMTDR75-100M SDR0805-100M
SMTDR75-101K SDR0805-101K
SMTDR75-120M SDR0805-120M
SMTDR75-121K SDR0805-121K
SMTDR75-150M SDR0805-150M
SMTDR75-151K SDR0805-151K
SMTDR75-180M SDR0805-180M
SMTDR75-181K SDR0805-181K
SMTDR75-220M SDR0805-220M
SMTDR75-221K SDR0805-221K
SMTDR75-270K SDR0805-270K
SMTDR75-271K SDR0805-271K
SMTDR75-330K SDR0805-330K
SMTDR75-331K SDR0805-331K
SMTDR75-390K SDR0805-390K
SMTDR75-391K SDR0805-391K
SMTDR75-470K SDR0805-470K
SMTDR75-471K SDR0805-471K
SMTDR75-560K SDR0805-560K
SMTDR75-680K SDR0805-680K
SMTDR75-820K SDR0805-820K
SMTDRRI0402-100M SRR6603-100M
SMTDRRI0402-101K SRR6603-101K
SMTDRRI0402-102K SRR6603-102K
SMTDRRI0402-150M SRR6603-150M
SMTDRRI0402-151K SRR6603-151K

3L Coil Bourns
SMTDRRI0402-1R0M SRR6603-1R0M
SMTDRRI0402-1R5M SRR6603-1R5M
SMTDRRI0402-221K SRR6603-221K
SMTDRRI0402-2R2M SRR6603-2R2M
SMTDRRI0402-330M SRR6603-330M
SMTDRRI0402-331K SRR6603-331K
SMTDRRI0402-3R3M SRR6603-3R3M
SMTDRRI0402-470M SRR6603-470M
SMTDRRI0402-471K SRR6603-471K
SMTDRRI0402-4R7M SRR6603-4R7M
SMTDRRI0402-680M SRR6603-680M
SMTDRRI0402-681K SRR6603-681K
SMTDRRI0402-6R8M SRR6603-6R8M

Abracon Bourns
AIML-1206-R068M CS321613-68NK
AIML-1206-R10K CS321613-R10K
AIML-1206-R12K CS321613-R12K
AIML-1206-R15K CS321613-R15K
AIML-1206-R18K CS321613-R18K
AIML-1206-R22K CS321613-R22K
AIML-1206-R27K CS321613-R27K
AIML-1206-R33K CS321613-R33K
AIML-1206-R39K CS321613-R39K
AIML-1206-R47K CS321613-R47K
AIML-1206-R56K CS321613-R56K
AIML-1206-R68K CS321613-R68K
AIML-1206-R82K CS321613-R82K
AISC-0603-R0039K CW160808-3N9K
AISC-0603-R0047K CW160808-4N7K
AISC-0603-R0068K CW160808-6N8J
AISC-0603-R0082K CW160808-8N2J
AISC-0603-R010J CW160808-10NJ
AISC-0603-R012J CW160808-12NJ
AISC-0603-R015J CW160808-15NJ
AISC-0603-R018J CW160808-18NJ
AISC-0603-R022J CW160808-22NJ
AISC-0603-R027J CW160808-27NJ
AISC-0603-R033J CW160808-33NJ
AISC-0603-R039J CW160808-39NJ
AISC-0603-R047J CW160808-47NJ
AISC-0603-R056J CW160808-56NJ
AISC-0603-R068J CW160808-68NJ
AISC-0603-R082J CW160808-82NJ
AISC-0603-R10J CW160808-R10J
AISC-0603-R12J CW160808-R12J
AISC-0603-R15J CW160808-R15J
AISC-0603-R18J CW160808-R18J
AISC-0805-R0022M CW201212-2N2J
AISC-0805-R0033M CW201212-3N3J
AISC-0805-R0047M CW201212-4N7J
AISC-0805-R0068M CW201212-6N8J
AISC-0805-R0082M CW201212-8N2J
AISC-0805-R010M CW201212-10NJ
AISC-0805-R012M CW201212-12NJ
AISC-0805-R015M CW201212-15NJ
AISC-0805-R018M CW201212-18NJ
AISC-0805-R022M CW201212-22NJ
AISC-0805-R027M CW201212-27NJ
AISC-0805-R033K CW201212-33NJ
AISC-0805-R039K CW201212-39NJ
AISC-0805-R047K CW201212-47NJ
AISC-0805-R056K CW201212-56NJ
AISC-0805-R068K CW201212-68NJ
AISC-0805-R082K CW201212-82NJ
AISC-0805-R10K CW201212-R10J
AISC-0805-R12K CW201212-R12J
AISC-0805-R15K CW201212-R15J
AISC-0805-R18K CW201212-R18J
AISC-0805-R22K CW201212-R22J
AISC-0805-R27K CW201212-R27J
AISC-0805-R33K CW201212-R33J
AISC-0805-R39K CW201212-R39J
AISC-0805-R47K CW201212-R47J
AISC-0805-R56K CW201212-R56J
AISC-0805-R68K CW201212-R68J
AISC-0805-R82K CW201212-R82J
AISC-1008-1R0K CW252016-1R0J
AISC-1008-1R2K CW252016-1R2J
AISC-1008-1R5K CW252016-1R5J
AISC-1008-1R8K CW252016-1R8J
AISC-1008-2R2K CW252016-2R2J
AISC-1008-2R7K CW252016-2R7J
AISC-1008-3R3K CW252016-3R3J
AISC-1008-3R9K CW252016-3R9J
AISC-1008-4R7K CW252016-4R7J
AISC-1008-R010M CW252016-10NK
AISC-1008-R012M CW252016-12NK
AISC-1008-R015M CW252016-15NK
AISC-1008-R018M CW252016-18NK
AISC-1008-R022M CW252016-22NK
AISC-1008-R027M CW252016-27NK
AISC-1008-R033M CW252016-33NK
AISC-1008-R039M CW252016-39NK
AISC-1008-R047M CW252016-47NK
AISC-1008-R056K CW252016-56NJ
AISC-1008-R068K CW252016-68NJ
AISC-1008-R082K CW252016-82NJ
AISC-1008-R10K CW252016-R10J
AISC-1008-R12K CW252016-R12J
AISC-1008-R15K CW252016-R15J
AISC-1008-R18K CW252016-R18J
AISC-1008-R22K CW252016-R22J
AISC-1008-R27K CW252016-R27J
AISC-1008-R33K CW252016-R33J
AISC-1008-R39K CW252016-R39J

Abracon Bourns
AIML-0603-1R0K CS160808-1R0K
AIML-0603-1R2K CS160808-1R2K
AIML-0603-1R5K CS160808-1R5K
AIML-0603-1R8K CS160808-1R8K
AIML-0603-2R2K CS160808-2R2K
AIML-0603-2R7K CS160808-2R7K
AIML-0603-R047M CS160808-47NK
AIML-0603-R068M CS160808-68NK
AIML-0603-R068M CS160808-82NK
AIML-0603-R10K CS160808-R10K
AIML-0603-R12K CS160808-R12K
AIML-0603-R15K CS160808-R15K
AIML-0603-R18K CS160808-R18K
AIML-0603-R22K CS160808-R22K
AIML-0603-R27K CS160808-R27K
AIML-0603-R33K CS160808-R33K
AIML-0603-R39K CS160808-R39K
AIML-0603-R47K CS160808-R47K
AIML-0603-R56K CS160808-R56K
AIML-0603-R68K CS160808-R68K
AIML-0603-R82K CS160808-R82K
AIML-0805-100K CS201212-100K
AIML-0805-120K CS201212-120K
AIML-0805-150K CS201212-150K
AIML-0805-180K CS201212-180K
AIML-0805-1R0K CS201212-1R0K
AIML-0805-1R2K CS201212-1R2K
AIML-0805-1R5K CS201212-1R5K
AIML-0805-1R8K CS201212-1R8K
AIML-0805-220K CS201212-220K
AIML-0805-270K CS201212-270K
AIML-0805-2R2K CS201212-2R2K
AIML-0805-2R7K CS201212-2R7K
AIML-0805-330K CS201212-330K
AIML-0805-3R3K CS201212-3R3K
AIML-0805-3R9K CS201212-3R9K
AIML-0805-4R7K CS201212-4R7K
AIML-0805-5R6K CS201212-5R6K
AIML-0805-6R8K CS201212-6R8K
AIML-0805-8R2K CS201212-8R2K
AIML-0805-R047M CS201212-47NK
AIML-0805-R068M CS201212-68NK
AIML-0805-R082M CS201212-82NK
AIML-0805-R10K CS201212-R10K
AIML-0805-R12K CS201212-R12K
AIML-0805-R15K CS201212-R15K
AIML-0805-R18K CS201212-R18K
AIML-0805-R22K CS201212-R22K
AIML-0805-R27K CS201212-R27K
AIML-0805-R33K CS201212-R33K
AIML-0805-R39K CS201212-R39K
AIML-0805-R47K CS201212-R47K
AIML-0805-R56K CS201212-R56K
AIML-0805-R68K CS201212-R68K
AIML-0805-R82K CS201212-R82K
AIML-1206-100K CS321613-100K
AIML-1206-120K CS321613-120K
AIML-1206-150K CS321613-150K
AIML-1206-180K CS321613-180K
AIML-1206-1R0K CS321613-1R0K
AIML-1206-1R2K CS321613-1R2K
AIML-1206-1R5K CS321613-1R5K
AIML-1206-1R8K CS321613-1R8K
AIML-1206-220K CS321613-220K
AIML-1206-270K CS321613-270K
AIML-1206-2R2K CS321613-2R2K
AIML-1206-2R7K CS321613-2R7K
AIML-1206-330K CS321613-330K
AIML-1206-3R3K CS321613-3R3K
AIML-1206-3R9K CS321613-3R9K
AIML-1206-4R7K CS321613-4R7K
AIML-1206-5R6K CS321613-5R6K
AIML-1206-6R8K CS321613-6R8K
AIML-1206-8R2K CS321613-8R2K
AIML-1206-R047M CS321613-47NK

* Physical equivalent. Electrical specs within 10% of competitor.
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Abracon Bourns
AISC-1008-R47K CW252016-R47J
AISC-1008-R56K CW252016-R56J
AISC-1008-R68K CW252016-R68J
AISC-1008-R82K CW252016-R82J
AISM-1812-100K CM453232-100K
AISM-1812-101K CM453232-101K
AISM-1812-102K CM453232-102K
AISM-1812-120K CM453232-120K
AISM-1812-121K CM453232-121K
AISM-1812-150K CM453232-150K
AISM-1812-151K CM453232-151K
AISM-1812-180K CM453232-180K
AISM-1812-181K CM453232-181K
AISM-1812-1R0K CM453232-1R0K
AISM-1812-1R2K CM453232-1R2K
AISM-1812-1R5K CM453232-1R5K
AISM-1812-1R8K CM453232-1R8K
AISM-1812-220K CM453232-220K
AISM-1812-221K CM453232-221K
AISM-1812-270K CM453232-270K
AISM-1812-271K CM453232-271K
AISM-1812-2R2K CM453232-2R2K
AISM-1812-2R7K CM453232-2R7K
AISM-1812-330K CM453232-330K
AISM-1812-331K CM453232-331K
AISM-1812-390K CM453232-390K
AISM-1812-391K CM453232-391K
AISM-1812-3R3K CM453232-3R3K
AISM-1812-3R9K CM453232-3R9K
AISM-1812-470K CM453232-470K
AISM-1812-471K CM453232-471K
AISM-1812-4R7K CM453232-4R7K
AISM-1812-560K CM453232-560K
AISM-1812-561K CM453232-561K
AISM-1812-5R6K CM453232-5R6K
AISM-1812-680K CM453232-680K
AISM-1812-681K CM453232-681K
AISM-1812-6R8K CM453232-6R8K
AISM-1812-820K CM453232-820K
AISM-1812-821K CM453232-821K
AISM-1812-8R2K CM453232-8R2K
AISM-1812-R10M CM453232-R10M
AISM-1812-R12M CM453232-R12M
AISM-1812-R15M CM453232-R15M
AISM-1812-R18M CM453232-R18M
AISM-1812-R22M CM453232-R22M
AISM-1812-R27M CM453232-R27M
AISM-1812-R33M CM453232-R33M
AISM-1812-R39M CM453232-R39M
AISM-1812-R47M CM453232-R47M
AISM-1812-R56M CM453232-R56M
AISM-1812-R68M CM453232-R68M
AISM-1812-R82M CM453232-R82M
ASPI-0402T-100K SDR0703-100K
ASPI-0402T-101K SDR0703-101K
ASPI-0402T-102K SDR0703-102K
ASPI-0402T-150K SDR0703-150K
ASPI-0402T-151K SDR0703-151K
ASPI-0402T-1R0M SDR0703-1R0M
ASPI-0402T-220K SDR0703-220K
ASPI-0402T-221K SDR0703-221K
ASPI-0402T-2R2M SDR0703-2R2M
ASPI-0402T-330K SDR0703-330K
ASPI-0402T-331K SDR0703-331K
ASPI-0402T-3R3M SDR0703-3R3M
ASPI-0402T-470K SDR0703-470K
ASPI-0402T-471K SDR0703-471K
ASPI-0402T-4R7K SDR0703-4R7K
ASPI-0402T-680K SDR0703-680K
ASPI-0402T-681K SDR0703-681K
ASPI-0402T-6R8K SDR0703-6R8K
ASPI-0403-100M SDR0403-100M
ASPI-0403-120M SDR0403-120M
ASPI-0403-150M SDR0403-150M
ASPI-0403-180M SDR0403-180M
ASPI-0403-1R0M SDR0403-1R0M
ASPI-0403-1R4M SDR0403-1R4M
ASPI-0403-1R8M SDR0403-1R8M
ASPI-0403-220M SDR0403-220M
ASPI-0403-270K SDR0403-270K
ASPI-0403-2R2M SDR0403-2R2M
ASPI-0403-2R7M SDR0403-2R7M
ASPI-0403-330K SDR0403-330K
ASPI-0403-390K SDR0403-390K
ASPI-0403-3R3M SDR0403-3R3M
ASPI-0403-3R9M SDR0403-3R9M
ASPI-0403-470K SDR0403-470K
ASPI-0403-4R7M SDR0403-4R7M
ASPI-0403-560K SDR0403-560K
ASPI-0403-5R6M SDR0403-5R6M
ASPI-0403-6R8M SDR0403-6R8M

Abracon Bourns
ASPI-0403-8R2M SDR0403-8R2M
ASPI-0403S-100M SRR6603-100M
ASPI-0403S-101M SRR6603-101M
ASPI-0403S-102M SRR6603-102M
ASPI-0403S-150M SRR6603-150M
ASPI-0403S-151M SRR6603-151M
ASPI-0403S-1R0M SRR6603-1R0M
ASPI-0403S-1R5M SRR6603-1R5M
ASPI-0403S-221M SRR6603-221M
ASPI-0403S-2R2M SRR6603-2R2M
ASPI-0403S-330M SRR6603-330M
ASPI-0403S-331M SRR6603-331M
ASPI-0403S-3R3M SRR6603-3R3M
ASPI-0403S-470M SRR6603-470M
ASPI-0403S-471M SRR6603-471M
ASPI-0403S-4R7M SRR6603-4R7M
ASPI-0403S-680M SRR6603-680M
ASPI-0403S-681M SRR6603-681M
ASPI-0403S-6R8M SRR6603-6R8M
ASPI-0504-100M SDR0604-100M
ASPI-0504-101K SDR0604-101K
ASPI-0504-120M SDR0604-120M
ASPI-0504-121K SDR0604-121K
ASPI-0504-150Y SDR0604-150Y
ASPI-0504-151K SDR0604-151K
ASPI-0504-180Y SDR0604-180Y
ASPI-0504-181K SDR0604-181K
ASPI-0504-220Y SDR0604-220Y
ASPI-0504-221K SDR0604-221K
ASPI-0504-270Y SDR0604-270Y
ASPI-0504-330K SDR0604-330K
ASPI-0504-390K SDR0604-390K
ASPI-0504-470K SDR0604-470K
ASPI-0504-560K SDR0604-560K
ASPI-0504-680K SDR0604-680K
ASPI-0504-820K SDR0604-820K
ASPI0602-100 SDR7030-100M
ASPI0602-101 SDR7030-101K
ASPI0602-150 SDR7030-150M
ASPI0602-151 SDR7030-151K
ASPI0602-220 SDR7030-220M
ASPI0602-2R2 SDR7030-2R2M
ASPI0602-330 SDR7030-330M
ASPI0602-470 SDR7030-470K
ASPI0602-4R7 SDR7030-4R7M
ASPI0602-680 SDR7030-680K
ASPI-0603-100K SDR0703-100K
ASPI-0603-101K SDR0703-101K
ASPI-0603-102K SDR0703-102K
ASPI-0603-120K SDR0703-120K
ASPI-0603-150K SDR0703-150K
ASPI-0603-151K SDR0703-151K
ASPI-0603-180K SDR0703-180K
ASPI-0603-220K SDR0703-220K
ASPI-0603-221K SDR0703-221K
ASPI-0603-270K SDR0703-270K
ASPI-0603-330K SDR0703-330K
ASPI-0603-331K SDR0703-331K
ASPI-0603-390K SDR0703-390K
ASPI-0603-3R3M SDR0703-3R3M
ASPI-0603-470K SDR0703-470K
ASPI-0603-471K SDR0703-471K
ASPI-0603-4R7K SDR0703-4R7K
ASPI-0603-560K SDR0703-560K
ASPI-0603-680K SDR0703-680K
ASPI-0603-681K SDR0703-681K
ASPI-0603-6R8K SDR0703-6R8K
ASPI0703S-100M SRR7032-100M
ASPI0703S-101M SRR7032-101M
ASPI0703S-102M SRR7032-102M
ASPI0703S-150M SRR7032-150M
ASPI0703S-151M SRR7032-151M
ASPI0703S-220M SRR7032-220M
ASPI0703S-221M SRR7032-221M
ASPI0703S-330M SRR7032-330M
ASPI0703S-331M SRR7032-331M
ASPI0703S-470M SRR7032-470M
ASPI0703S-471M SRR7032-471M
ASPI0703S-680M SRR7032-680M
ASPI0703S-681M SRR7032-681M
ASPI0704S-100M SRR7045-100M
ASPI0704S-101M SRR7045-101M
ASPI0704S-102M SRR7045-102M
ASPI0704S-150M SRR7045-150M
ASPI0704S-151M SRR7045-151M
ASPI0704S-220M SRR7045-220M
ASPI0704S-221M SRR7045-221M
ASPI0704S-330M SRR7045-330M
ASPI0704S-331M SRR7045-331M
ASPI0704S-470M SRR7045-470M
ASPI0704S-471M SRR7045-471M

Abracon Bourns
ASPI0704S-680M SRR7045-680M
ASPI0704S-681M SRR7045-681M
ASPI-0705-100M SDR0805-100M
ASPI-0705-101K SDR0805-101K
ASPI-0705-120M SDR0805-120M
ASPI-0705-121K SDR0805-121K
ASPI-0705-150M SDR0805-150M
ASPI-0705-151K SDR0805-151K
ASPI-0705-180M SDR0805-180M
ASPI-0705-181K SDR0805-181K
ASPI-0705-220M SDR0805-220M
ASPI-0705-221K SDR0805-221K
ASPI-0705-270K SDR0805-270K
ASPI-0705-271K SDR0805-271K
ASPI-0705-330K SDR0805-330K
ASPI-0705-331K SDR0805-331K
ASPI-0705-390K SDR0805-390K
ASPI-0705-391K SDR0805-391K
ASPI-0705-470K SDR0805-470K
ASPI-0705-471K SDR0805-471K
ASPI-0705-560K SDR0805-560K
ASPI-0705-561K SDR0805-561K
ASPI-0705-680K SDR0805-680K
ASPI-0705-820K SDR0805-820K
ASPI-0804T-100M SDR1005-100M
ASPI-0804T-101K SDR1005-101K
ASPI-0804T-102K SDR1005-102K
ASPI-0804T-150M SDR1005-150M
ASPI-0804T-151K SDR1005-151K
ASPI-0804T-1R0M SDR1005-1R0M
ASPI-0804T-1R5M SDR1005-1R5M
ASPI-0804T-220M SDR1005-220M
ASPI-0804T-221K SDR1005-221K
ASPI-0804T-330K SDR1005-330K
ASPI-0804T-331K SDR1005-331K
ASPI-0804T-3R3M SDR1005-3R3M
ASPI-0804T-470K SDR1005-470K
ASPI-0804T-471K SDR1005-471K
ASPI-0804T-4R7M SDR1005-4R7M
ASPI-0804T-680K SDR1005-680K
ASPI-0804T-681K SDR1005-681K
ASPI-0804T-6R8M SDR1005-6R8M
ASPI-1005-100M SDR1006-100M
ASPI-1005-101K SDR1006-101K
ASPI-1005-120M SDR1006-120M
ASPI-1005-121K SDR1006-121K
ASPI-1005-150M SDR1006-150M
ASPI-1005-151K SDR1006-151K
ASPI-1005-180M SDR1006-180M
ASPI-1005-181K SDR1006-181K
ASPI-1005-220M SDR1006-220M
ASPI-1005-221K SDR1006-221K
ASPI-1005-270K SDR1006-270K
ASPI-1005-271K SDR1006-271K
ASPI-1005-330K SDR1006-330K
ASPI-1005-331K SDR1006-331K
ASPI-1005-390K SDR1006-390K
ASPI-1005-470K SDR1006-470K
ASPI-1005-560K SDR1006-560K
ASPI-1005-680K SDR1006-680K
ASPI-1005-820K SDR1006-820K
ASPI1207S-100M SRR1260-100M
ASPI1207S-120M SRR1260-120M
ASPI1207S-150M SRR1260-150M
ASPI1207S-180M SRR1260-180M
ASPI1207S-1R2Y SRR1260-1R2Y
ASPI1207S-220M SRR1260-220M
ASPI1207S-270M SRR1260-270M
ASPI1207S-2R4Y SRR1260-2R4Y
ASPI1207S-330M SRR1260-330M
ASPI1207S-390M SRR1260-390M
ASPI1207S-3R5Y SRR1260-3R5Y
ASPI1207S-470M SRR1260-470M
ASPI1207S-6R1Y SRR1260-6R1Y
ASPI1207S-7R6Y SRR1260-7R6Y
ASPI-1306HC-100M SDR2207-100M
ASPI-1306HC-101K SDR2207-101K
ASPI-1306HC-150Y SDR2207-150Y
ASPI-1306HC-220Y SDR2207-220Y
ASPI-1306HC-330Y SDR2207-330Y
ASPI-1306HC-3R3M SDR2207-3R3M
ASPI-1306HC-470K SDR2207-470K
ASPI-1306HC-4R7M SDR2207-4R7M
ASPI-1306HC-680K SDR2207-680K
ASPI-1306HC-6R8M SDR2207-6R8M
ASPI-1306S-100M SRR1806-100M
ASPI-1306S-101M SRR1806-101M
ASPI-1306S-102M SRR1806-102M
ASPI-1306S-150M SRR1806-150M
ASPI-1306S-151M SRR1806-151M
ASPI-1306S-220M SRR1806-220M

Abracon Bourns
ASPI-1306S-221M SRR1806-221M
ASPI-1306S-330M SRR1806-330M
ASPI-1306S-331M SRR1806-331M
ASPI-1306S-470M SRR1806-470M
ASPI-1306S-471M SRR1806-471M
ASPI-1306S-680M SRR1806-680M
ASPI-1306S-681M SRR1806-681M
ASPI-1306T-100M SDR1806-100M
ASPI-1306T-101M SDR1806-101K
ASPI-1306T-102M SDR1806-102K
ASPI-1306T-150M SDR1806-150M
ASPI-1306T-151M SDR1806-151K
ASPI-1306T-1R0M SDR1806-1R0M
ASPI-1306T-220M SDR1806-220M
ASPI-1306T-221M SDR1806-221K
ASPI-1306T-2R2M SDR1806-2R2M
ASPI-1306T-330M SDR1806-330M
ASPI-1306T-331M SDR1806-331K
ASPI-1306T-3R3M SDR1806-3R3M
ASPI-1306T-470M SDR1806-470M
ASPI-1306T-471M SDR1806-471K
ASPI-1306T-5R6M SDR1806-5R6M
ASPI-1306T-680M SDR1806-680M
ASPI-1306T-681M SDR1806-681K
HI2012-1B10NJ CI201210-10NJ
HI2012-1B12NJ CI201210-12NJ
HI2012-1B15NJ CI201210-15NJ
HI2012-1B18NJ CI201210-18NJ
HI2012-1B1N2D CI201210-1N2D
HI2012-1B1N5D CI201210-1N5D
HI2012-1B1N8D CI201210-1N8D
HI2012-1B22NJ CI201210-22NJ
HI2012-1B27NJ CI201210-27NJ
HI2012-1B2N2D CI201210-2N2D
HI2012-1B2N7D CI201210-2N7D
HI2012-1B33NJ CI201210-33NJ
HI2012-1B39NJ CI201210-39NJ
HI2012-1B3N3D CI201210-3N3D
HI2012-1B3N9D CI201210-3N9D
HI2012-1B47NJ CI201210-47NJ
HI2012-1B4N7D CI201210-4N7D
HI2012-1B56NJ CI201210-56NJ
HI2012-1B5N6D CI201210-5N6D
HI2012-1B68NJ CI201210-68NJ
HI2012-1B6N8J CI201210-6N8J
HI2012-1B82NJ CI201210-82NJ
HI2012-1B8N2J CI201210-8N2J
HI2012-1BR10J CI201210-R10J
HI2012-1BR12J CI201210-R12J
HI2012-1BR15J CI201210-R15J
HI2012-1BR18J CI201210-R18J
HI2012-1BR22J CI201210-R22J
HI2012-1BR27J CI201210-R27J
HI2012-1BR33J CI201210-R33J
HI2012-1BR39J CI201210-R39J
HI2012-1BR47J CI201210-R47J
UP4B-100 SDR2207-100M
UP4B-101 SDR2207-101K
UP4B-150 SDR2207-150Y
UP4B-220 SDR2207-220Y
UP4B-330 SDR2207-330Y
UP4B-3R3 SDR2207-3R3M
UP4B-470 SDR2207-470K
UP4B-4R7 SDR2207-4R7M
UP4B-680 SDR2207-680K
UP4B-6R8 SDR2207-6R8M

ACT Bourns
MIC0603-R12K CS160808-R12K
MIC0603-R15K CS160808-R15K
MIC0603-R18K CS160808-R18K
MIC0603-R22K CS160808-R22K
MIC0603-R27K CS160808-R27K
MIC0603-R33K CS160808-R33K
MIC0603-R39K CS160808-R39K
MIC0603-R47K CS160808-R47K
MIC0603-R56K CS160808-R56K
MIC0603-R68K CS160808-R68K
MIC0603-R82K CS160808-R82K
MIC0805-100K CS201212-100K
MIC0805-120K CS201212-120K
MIC0805-12NJ CW201212-12NJ
MIC0805-150K CS201212-150K
MIC0805-15NJ CW201212-15NJ
MIC0805-180K CS201212-180K
MIC0805-18NJ CW201212-18NJ
MIC0805-1R0K CS201212-1R0K
MIC0805-1R2K CS201212-1R2K
MIC0805-1R5K CS201212-1R5K
MIC0805-1R8K CS201212-1R8K
MIC0805-220K CS201212-220K
MIC0805-22NJ CW201212-22NJ
MIC0805-270K CS201212-270K
MIC0805-27NJ CW201212-27NJ
MIC0805-2R2K CS201212-2R2K
MIC0805-2R7K CS201212-2R7K
MIC0805-330K CS201212-330K
MIC0805-33NJ CW201212-33NJ
MIC0805-39NJ CW201212-39NJ
MIC0805-3N3J CW201212-3N3J
MIC0805-3R3K CS201212-3R3K
MIC0805-3R9K CS201212-3R9K
MIC0805-47NJ CW201212-47NJ
MIC0805-4R7K CS201212-4R7K
MIC0805-56NJ CW201212-56NJ
MIC0805-5R6K CS201212-5R6K
MIC0805-68NJ CW201212-68NJ
MIC0805-6N8J CW201212-6N8J
MIC0805-6R8K CS201212-6R8K
MIC0805-82NJ CW201212-82NJ
MIC0805-8N2J CW201212-8N2J
MIC0805-8R2K CS201212-8R2K
MIC0805-R047M CS201212-47NK
MIC0805-R068M CS201212-68NK
MIC0805-R082M CS201212-82NK
MIC0805-R10J CW201212-R10J
MIC0805-R10K CS201212-R10K
MIC0805-R12J CW201212-R12J
MIC0805-R12K CS201212-R12K
MIC0805-R15J CW201212-R15J
MIC0805-R15K CS201212-R15K
MIC0805-R18J CW201212-R18J
MIC0805-R18K CS201212-R18K
MIC0805-R22J CW201212-R22J
MIC0805-R22K CS201212-R22K
MIC0805-R27J CW201212-R27J
MIC0805-R27K CS201212-R27K
MIC0805-R33J CW201212-R33J
MIC0805-R33K CS201212-R33K
MIC0805-R39J CW201212-R39J
MIC0805-R39K CS201212-R39K
MIC0805-R47J CW201212-R47J
MIC0805-R47K CS201212-R47K
MIC0805-R56J CW201212-R56J
MIC0805-R56K CS201212-R56K
MIC0805-R68J CW201212-R68J
MIC0805-R68K CS201212-R68K
MIC0805-R82J CW201212-R82J
MIC0805-R82K CS201212-R82K
MIC1206-100K CS321613-100K
MIC1206-120K CS321613-120K
MIC1206-150K CS321613-150K
MIC1206-180K CS321613-180K
MIC1206-1R0K CS321613-1R0K
MIC1206-1R2K CS321613-1R2K
MIC1206-1R5K CS321613-1R5K
MIC1206-1R8K CS321613-1R8K
MIC1206-220K CS321613-220K
MIC1206-270K CS321613-270K
MIC1206-2R2K CS321613-2R2K
MIC1206-2R7K CS321613-2R7K
MIC1206-330K CS321613-330K
MIC1206-3R3K CS321613-3R3K
MIC1206-3R9K CS321613-3R9K
MIC1206-4R7K CS321613-4R7K
MIC1206-5R6K CS321613-5R6K
MIC1206-6R8K CS321613-6R8K
MIC1206-8R2K CS321613-8R2K
MIC1206-R10K CS321613-R10K

ACT Bourns
IC1008-R010K CW252016-10NK
IC1008-R012K CW252016-12NK
IC1008-R015K CW252016-15NK
IC1008-R018K CW252016-18NK
IC1008-R022K CW252016-22NK
IC1008-R027K CW252016-27NK
IC1008-R033K CW252016-33NK
IC1008-R039K CW252016-39NK
IC1008-R047K CW252016-47NK
IC1008-R056K CW252016-56NJ
IC1008-R068K CW252016-68NJ
IC1008-R082K CW252016-82NJ
MIC0603-1R0K CS160808-1R0K
MIC0603-1R2K CS160808-1R2K
MIC0603-1R5K CS160808-1R5K
MIC0603-1R8K CS160808-1R8K
MIC0603-2R2K CS160808-2R2K
MIC0603-2R7K CS160808-2R7K
MIC0603-R047M CS160808-47NK
MIC0603-R068M CS160808-68NK
MIC0603-R082M CS160808-82NK
MIC0603-R10K CS160808-R10K

* Physical equivalent. Electrical specs within 10% of competitor.
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ACT Bourns
MIC1206-R12K CS321613-R12K
MIC1206-R15K CS321613-R15K
MIC1206-R18K CS321613-R18K
MIC1206-R22K CS321613-R22K
MIC1206-R27K CS321613-R27K
MIC1206-R33K CS321613-R33K
MIC1206-R39K CS321613-R39K
MIC1206-R47K CS321613-R47K
MIC1206-R56K CS321613-R56K
MIC1206-R68K CS321613-R68K
MIC1206-R82K CS321613-R82K
SD0403-100M SDR0403-100M
SD0403-120M SDR0403-120M
SD0403-150M SDR0403-150M
SD0403-180M SDR0403-180M
SD0403-1R0M SDR0403-1R0M
SD0403-1R4M SDR0403-1R4M
SD0403-1R8M SDR0403-1R8M
SD0403-220M SDR0403-220M
SD0403-270M SDR0403-270K
SD0403-2R2M SDR0403-2R2M
SD0403-2R7M SDR0403-2R7M
SD0403-330K SDR0403-330K
SD0403-390K SDR0403-390K
SD0403-3R3M SDR0403-3R3M
SD0403-3R9M SDR0403-3R9M
SD0403-470K SDR0403-470K
SD0403-4R7M SDR0403-4R7M
SD0403-560K SDR0403-560K
SD0403-5R6M SDR0403-5R6M
SD0403-680K SDR0403-680K
SD0403-6R8M SDR0403-6R8M
SD0403-8R2M SDR0403-8R2M
SD0504-100M SDR0503-100M
SD0504-101K SDR0503-101K
SD0504-120M SDR0503-120M
SD0504-121K SDR0503-121K
SD0504-150M SDR0503-150M
SD0504-151K SDR0503-151K
SD0504-180M SDR0503-180M
SD0504-181K SDR0503-181K
SD0504-220M SDR0503-220M
SD0504-221K SDR0503-221K
SD0504-270M SDR0503-270M
SD0504-330K SDR0503-330K
SD0504-390K SDR0503-390K
SD0504-470K SDR0503-470K
SD0504-560K SDR0503-560K
SD0504-680K SDR0503-680K
SD0504-820K SDR0503-820K
SD0604-100M SDR0604-100M
SD0604-101K SDR0604-101K
SD0604-120M SDR0604-120M
SD0604-121K SDR0604-121K
SD0604-150M SDR0604-150Y
SD0604-151K SDR0604-151K
SD0604-180M SDR0604-180Y
SD0604-181K SDR0604-181K
SD0604-220M SDR0604-220Y
SD0604-221K SDR0604-221K
SD0604-270M SDR0604-270Y
SD0604-330K SDR0604-330K
SD0604-390K SDR0604-390K
SD0604-3R3M SDR0604-3R3M
SD0604-3R9M SDR0604-3R9M
SD0604-470K SDR0604-470K
SD0604-4R7M SDR0604-4R7M
SD0604-560K SDR0604-560K
SD0604-5R6M SDR0604-5R6M
SD0604-680K SDR0604-680K
SD0604-6R8M SDR0604-6R8M
SD0604-820K SDR0604-820K
SD0604-8R2M SDR0604-8R2M
SD0705-101K SDR0805-101K
SD0705-121K SDR0805-121K
SD0705-151K SDR0805-151K
SD0705-181K SDR0805-181K
SD0705-221K SDR0805-221K
SD0705-270K SDR0805-270K
SD0705-271K SDR0805-271K
SD0705-330K SDR0805-330K
SD0705-331K SDR0805-331K
SD0705-390K SDR0805-390K
SD0705-391K SDR0805-391K
SD0705-470K SDR0805-470K
SD0705-471K SDR0805-471K
SD0705-560K SDR0805-560K
SD0705-680K SDR0805-680K
SD0705-820K SDR0805-820K
SD1006-100M SDR1006-100M
SD1006-101K SDR1006-101K
SD1006-120M SDR1006-120M
SD1006-121K SDR1006-121K
SD1006-150M SDR1006-150M
SD1006-151K SDR1006-151K
SD1006-180M SDR1006-180M

ACT Bourns
SD1006-181K SDR1006-181K
SD1006-220M SDR1006-220M
SD1006-221K SDR1006-221K
SD1006-270K SDR1006-270K
SD1006-271K SDR1006-271K
SD1006-330K SDR1006-330K
SD1006-331K SDR1006-331K
SD1006-390K SDR1006-390K
SD1006-391K SDR1006-391K
SD1006-470K SDR1006-470K
SD1006-471K SDR1006-471K
SD1006-560K SDR1006-560K
SD1006-561K SDR1006-561K
SD1006-680K SDR1006-680K
SD1006-681K SDR1006-681K
SD1006-820K SDR1006-820K
SD1006-821K SDR1006-821K
SHS1206-151K SRR1206-151K
SHS1206-181K SRR1206-181K
SHS1206-221K SRR1206-221K
SHS1206-271K SRR1206-271K
SHS1206-331K SRR1206-331K
SHS1206-391K SRR1206-391K
SHS1206-471K SRR1206-471K
SHS1206-561K SRR1206-561K
SHS1206-681K SRR1206-681K
SHS703-100M SRR0603-100M
SHS703-100M SRR7032-100M
SHS703-101M SRR0603-101K
SHS703-101M SRR7032-101M
SHS703-102M SRR0603-102K
SHS703-102M SRR7032-102M
SHS703-150M SRR0603-150M
SHS703-150M SRR7032-150M
SHS703-151M SRR0603-151K
SHS703-151M SRR7032-151M
SHS703-220M SRR0603-220M
SHS703-220M SRR7032-220M
SHS703-221M SRR0603-221K
SHS703-221M SRR7032-221M
SHS703-330M SRR0603-330K
SHS703-330M SRR7032-330M
SHS703-331M SRR0603-331K
SHS703-331M SRR7032-331M
SHS703-470M SRR0603-470K
SHS703-470M SRR7032-470M
SHS703-471M SRR0603-471K
SHS703-471M SRR7032-471M
SHS703-680M SRR0603-680K
SHS703-680M SRR7032-680M
SHS703-681M SRR0603-681K
SHS703-681M SRR7032-681M
SHS705-100M SRR7045-100M
SHS705-101M SRR7045-101M
SHS705-102M SRR7045-102M
SHS705-150M SRR7045-150M
SHS705-151M SRR7045-151M
SHS705-220M SRR7045-220M
SHS705-221M SRR7045-221M
SHS705-330M SRR7045-330M
SHS705-331M SRR7045-331M
SHS705-470M SRR7045-470M
SHS705-471M SRR7045-471M
SHS705-680M SRR7045-680M
SHS705-681M SRR7045-681M
SMC0603-10NK CI160808-10NJ
SMC0603-12NK CI160808-12NJ
SMC0603-15NK CI160808-15NJ
SMC0603-18NK CI160808-18NJ
SMC0603-1N5S CI160808-1N5D
SMC0603-1N8S CI160808-1N8D
SMC0603-22NK CI160808-22NJ
SMC0603-27NK CI160808-27NJ
SMC0603-2N2S CI160808-2N2D
SMC0603-2N7S CI160808-2N7D
SMC0603-33NK CI160808-33NJ
SMC0603-39NK CI160808-39NJ
SMC0603-3N3K CI160808-3N3D
SMC0603-3N9K CI160808-3N9D
SMC0603-47NK CI160808-47NJ
SMC0603-4N7K CI160808-4N7D
SMC0603-56NK CI160808-56NJ
SMC0603-5N6K CI160808-5N6D
SMC0603-68NK CI160808-68NJ
SMC0603-6N8K CI160808-6N8J
SMC0603-82NK CI160808-82NJ
SMC0603-8N2K CI160808-8N2J
SMC0603-R10K CI160808-R10J
SMC0805-10NK CI201210-10NJ
SMC0805-12NK CI201210-12NJ
SMC0805-15NK CI201210-15NJ
SMC0805-18NK CI201210-18NJ
SMC0805-1N5S CI201210-1N5D
SMC0805-1N8S CI201210-1N8D
SMC0805-22NK CI201210-22NJ
SMC0805-27NK CI201210-27NJ

ACT Bourns
SMC0805-2N2S CI201210-2N2D
SMC0805-2N7S CI201210-2N7D
SMC0805-33NK CI201210-33NJ
SMC0805-39NK CI201210-39NJ
SMC0805-3N3K CI201210-3N3D
SMC0805-3N9K CI201210-3N9D
SMC0805-47NK CI201210-47NJ
SMC0805-4N7K CI201210-4N7D
SMC0805-56NK CI201210-56NJ
SMC0805-5N6K CI201210-5N6D
SMC0805-68NK CI201210-68NJ
SMC0805-6N8K CI201210-6N8J
SMC0805-82NK CI201210-82NJ
SMC0805-8N2K CI201210-8N2J
SMC0805-R10K CI201210-R10J
SMC0805-R12K CI201210-R12J
SMC0805-R15K CI201210-R15J
SMC0805-R18K CI201210-R18J
SMC0805-R22K CI201210-R22J
SMC0805-R27K CI201210-R27J
SMC0805-R33K CI201210-R33J
SMC0805-R39K CI201210-R39J
SMC0805-R47K CI201210-R47J
SPI0804-100M SDR1005-100M
SPI0804-101M SDR1005-101K
SPI0804-102M SDR1005-102K
SPI0804-150M SDR1005-150M
SPI0804-151M SDR1005-151K
SPI0804-1R0M SDR1005-1R0M
SPI0804-1R5M SDR1005-1R5M
SPI0804-220M SDR1005-220M
SPI0804-221M SDR1005-221K
SPI0804-2R5M SDR1005-2R5M
SPI0804-330M SDR1005-330K
SPI0804-331M SDR1005-331K
SPI0804-3R3M SDR1005-3R3M
SPI0804-470M SDR1005-470K
SPI0804-471M SDR1005-471K
SPI0804-4R7M SDR1005-4R7M
SPI0804-680M SDR1005-680K
SPI0804-681M SDR1005-681K
SPI0804-6R8M SDR1005-6R8M

ACX Bourns
HI1608-1BR15J CI160808-R15J
HI1608-1BR18J CI160808-R18J
HI1608-1BR22J CI160808-R22J

API Delevan Bourns
0603-39NK CW160808-39NJ
0603-39NK CW160808-47NJ
0603-56NK CW160808-56NJ
0603-68NK CW160808-68NJ
0603-82NK CW160808-82NJ
*0603-101K CW160808-R10J
0603-121K CW160808-R12J
0603-151K CW160808-R15J
0603-181K CW160808-R18J
0603-221K CW160808-R22J
0603-271K CW160808-R27J
0805-2N2K CW201212-2N2K
0805-8N2K CW201212-8N2J
0805-12NK CW201212-12NJ
0805-15NK CW201212-15NJ
0805-18NK CW201212-18NJ
0805-22NK CW201212-22NJ
0805-27NK CW201212-27NJ
0805-33NK CW201212-33NJ
0805-39NK CW201212-39NJ
0805-47NK CW201212-47NJ
0805-56NK CW201212-56NJ
0805-68NK CW201212-68NJ
0805-82NK CW201212-82NJ
0805-101K CW201212-R10J
0805-121K CW201212-R12J
0805-151K CW201212-R15J
0805-181K CW201212-R18J
0805-221K CW201212-R22J
*0805-271K CW201212-R27J
*0805-331K CW201212-R33J
*0805-391K CW201212-R39J
*0805-471K CW201212-R47J
1008WW-10NK CW252016-10NK
1008WW-12NK CW252016-12NK
1008WW-15NK CW252016-15NK
1008WW-18NK CW252016-18NK
1008WW-22NK CW252016-22NK
1008WW-27NK CW252016-27NK
1008WW-33NK CW252016-33NK
1008WW-39NK CW252016-39NK
1008WW-47NK CW252016-47NK
1008WW-56NK CW252016-56NJ
1008WW-68NK CW252016-68NJ
1008WW-82NK CW252016-82NJ
1008WW-101K CW252016-R10J
1008WW-121K CW252016-R12J
1008WW-151K CW252016-R15J
1008WW-181K CW252016-R18J
1008WW-221K CW252016-R22J
1008WW-271K CW252016-R27J
1008WW-331K CW252016-R33J
1008WW-391K CW252016-R39J
1008WW-471K CW252016-R47J
1008WW-561K CW252016-R56J
1008WW-681K CW252016-R68J
1008WW-821K CW252016-R82J
1008WW-102K CW252016-1R0J
1008WW-122K CW252016-1R2J
1008WW-152K CW252016-1R5J
1008WW-182K CW252016-1R8J
1008WW-222K CW252016-2R2J
C1608-10NS CI160808-1N0D
C1608-12NS CI160808-1N2D
C1608-15NS CI160808-1N5D
C1608-18NS CI160808-1N8D
C1608-22NS CI160808-2N2D
C1608-27NS CI160808-2N7D
C1608-33NS CI160808-3N3D
C1608-39NS CI160808-3N9D
C1608-47NS CI160808-4N7D
C1608-56NS CI160808-5N6D
C1608-68NJ CI160808-6N8J
C1608-82NJ CI160808-8N2J
C1608-100J CI160808-10NJ
C1608-120J CI160808-12NJ
C1608-150J CI160808-15NJ
C1608-180J CI160808-18NJ
C1608-220J CI160808-22NJ
C1608-270J CI160808-27NJ
C1608-330J CI160808-33NJ
C1608-390J CI160808-39NJ
C1608-470J CI160808-47NJ
C1608-560J CI160808-56NJ
C1608-680J CI160808-68NJ
C1608-820J CI160808-82NJ
C1608-101J CI160808-R10J
C2012-10NS CI201210-1N0D
C2012-12NS CI201210-1N2D
C2012-15NS CI201210-1N5D
C2012-18NS CI201210-1N8D
C2012-22NS CI201210-2N2D
C2012-27NS CI201210-2N7D
C2012-33NS CI201210-3N3D
C2012-39NS CI201210-3N9D
C2012-47NS CI201210-4N7D

API Delevan Bourns
0603-3N9K CW160808-3N9D
0603-4N7K CW160808-4N7D
0603-6N8K CW160808-6N8J
0603-10NK CW160808-10NJ
0603-12NK CW160808-12NJ
0603-15NK CW160808-15NJ
0603-18NK CW160808-18NJ
0603-22NK CW160808-22NJ
0603-27NK CW160808-27NJ
0603-33NK CW160808-33NJ

AEM Bourns
MCI0603H101 CS160808-R10K
MCI0603H121 CS160808-R12K
MCI0603H151 CS160808-R15K
MCI0603H181 CS160808-R18K
MCI0603H221 CS160808-R22K
MCI0603H271 CS160808-R27K
MCI0603H331 CS160808-R33K
MCI0603H391 CS160808-R39K
MCI0603H470 CS160808-47NK
MCI0603H471 CS160808-R47K
MCI0603H561 CS160808-R56K
MCI0603H680 CS160808-68NK
MCI0603H681 CS160808-R68K
MCI0603H820 CS160808-82NK
MCI0603H821 CS160808-R82K
MCI0603J102 CS160808-1R0K
MCI0603J122 CS160808-1R2K
MCI0603J152 CS160808-1R5K
MCI0603J182 CS160808-1R8K
MCI0603J222 CS160808-2R2K
MCI0603J272 CS160808-2R7K
MCI0805H101 CS201212-R10K
MCI0805H121 CS201212-R12K
MCI0805H151 CS201212-R15K
MCI0805H181 CS201212-R18K
MCI0805H221 CS201212-R22K
MCI0805H271 CS201212-R27K
MCI0805H331 CS201212-R33K
MCI0805H391 CS201212-R39K
MCI0805H470 CS201212-47NK
MCI0805H471 CS201212-R47K
MCI0805H561 CS201212-R56K
MCI0805H680 CS201212-68NK
MCI0805H681 CS201212-R68K
MCI0805H820 CS201212-82NK
MCI0805H821 CS201212-R82K
MCI0805J102 CS201212-1R0K
MCI0805J103 CS201212-100K
MCI0805J122 CS201212-1R2K
MCI0805J123 CS201212-120K
MCI0805J152 CS201212-1R5K
MCI0805J182 CS201212-1R8K
MCI0805J222 CS201212-2R2K
MCI0805J272 CS201212-2R7K
MCI0805J332 CS201212-3R3K
MCI0805J392 CS201212-3R9K
MCI0805J472 CS201212-4R7K
MCI0805J562 CS201212-5R6K
MCI0805J682 CS201212-6R8K
MCI0805J822 CS201212-8R2K
MCI1206H101 CS321613-R10K
MCI1206H121 CS321613-R12K
MCI1206H151 CS321613-R15K
MCI1206H181 CS321613-R18K
MCI1206H221 CS321613-R22K
MCI1206H271 CS321613-R27K
MCI1206H331 CS321613-R33K
MCI1206H391 CS321613-R39K
MCI1206H470 CS321613-47NK
MCI1206H471 CS321613-R47K
MCI1206H561 CS321613-R56K
MCI1206H680 CS321613-68NK
MCI1206H681 CS321613-R68K
MCI1206H821 CS321613-R82K
MCI1206H82NK CS321613-82NK
MCI1206J102 CS321613-1R0K
MCI1206J103 CS321613-100K
MCI1206J122 CS321613-1R2K
MCI1206J152 CS321613-1R5K
MCI1206J182 CS321613-1R8K
MCI1206J222 CS321613-2R2K
MCI1206J272 CS321613-2R7K
MCI1206J332 CS321613-3R3K
MCI1206J392 CS321613-3R9K
MCI1206J472 CS321613-4R7K
MCI1206J562 CS321613-5R6K
MCI1206J682 CS321613-6R8K
MCI1206J822 CS321613-8R2K

ACX Bourns
HI1005-1B10NJ CI100505-10NJ
HI1005-1B12NJ CI100505-12NJ
HI1005-1B15NJ CI100505-15NJ
HI1005-1B18NJ CI100505-18NJ
HI1005-1B1N0D CI100505-1N0D
HI1005-1B1N2D CI100505-1N2D
HI1005-1B1N5D CI100505-1N5D
HI1005-1B1N8D CI100505-1N8D
HI1005-1B22NJ CI100505-22NJ
HI1005-1B27NJ CI100505-27NJ
HI1005-1B2N2D CI100505-2N2D
HI1005-1B2N7D CI100505-2N7D
HI1005-1B33NJ CI100505-33NJ
HI1005-1B39NJ CI100505-39NJ
HI1005-1B3N3D CI100505-3N3D
HI1005-1B3N9D CI100505-3N9D
HI1005-1B47NJ CI100505-47NJ
HI1005-1B4N7D CI100505-4N7D
HI1005-1B56NJ CI100505-56NJ
HI1005-1B5N6D CI100505-5N6D
HI1005-1B68NJ CI100505-68NJ
HI1005-1B6N8J CI100505-6N8J
HI1005-1B82NJ CI100505-82NJ
HI1005-1B8N2J CI100505-8N2J
HI1005-1BR10J CI100505-R10J
HI1608-1B10NJ CI160808-10NJ
HI1608-1B12NJ CI160808-12NJ
HI1608-1B15NJ CI160808-15NJ
HI1608-1B18NJ CI160808-18NJ
HI1608-1B1N0D CI160808-1N0D
HI1608-1B1N2D CI160808-1N2D
HI1608-1B1N5D CI160808-1N5D
HI1608-1B1N8D CI160808-1N8D
HI1608-1B22NJ CI160808-22NJ
HI1608-1B27NJ CI160808-27NJ
HI1608-1B2N2D CI160808-2N2D
HI1608-1B2N7D CI160808-2N7D
HI1608-1B33NJ CI160808-33NJ
HI1608-1B39NJ CI160808-39NJ
HI1608-1B3N3D CI160808-3N3D
HI1608-1B3N9D CI160808-3N9D
HI1608-1B47NJ CI160808-47NJ
HI1608-1B4N7D CI160808-4N7D
HI1608-1B56NJ CI160808-56NJ
HI1608-1B5N6D CI160808-5N6D
HI1608-1B68NJ CI160808-68NJ
HI1608-1B6N8J CI160808-6N8J
HI1608-1B82NJ CI160808-82NJ
HI1608-1B8N2J CI160808-8N2J
HI1608-1BR10J CI160808-R10J
HI1608-1BR12J CI160808-R12J

* Physical equivalent. Electrical specs within 10% of competitor.
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API Delevan Bourns
C2012-56NS CI201210-5N6D
C2012-68NJ CI201210-6N8J
C2012-82NJ CI201210-8N2J
C2012-100J CI201210-10NJ
C2012-120J CI201210-12NJ
C2012-150J CI201210-15NJ
C2012-180J CI201210-18NJ
C2012-220J CI201210-22NJ
C2012-270J CI201210-27NJ
C2012-330J CI201210-33NJ
C2012-390J CI201210-39NJ
C2012-470J CI201210-47NJ
C2012-560J CI201210-56NJ
C2012-680J CI201210-68NJ
C2012-820J CI201210-82NJ
C2012-101J CI201210-R10J
C2012-121J CI201210-R12J
C2012-151J CI201210-R15J
C2012-181J CI201210-R18J
C2012-221J CI201210-R22J
C2012-271J CI201210-R27J
PD43-102M SDR0403-1R0M
PD43-182M SDR0403-1R8M
PD43-222M SDR0403-2R2M
PD43-272M SDR0403-2R7M
PD43-332M SDR0403-3R3M
PD43-392M SDR0403-3R9M
PD43-472M SDR0403-4R7M
PD43-562M SDR0403-5R6M
PD43-682M SDR0403-6R8M
PD43-822M SDR0403-8R2M
PD43-103M SDR0403-100M
PD43-123M SDR0403-120M
PD43-153M SDR0403-150M
PD43-183M SDR0403-180M
PD43-223M SDR0403-220M
PD43-273M SDR0403-270K
PD43-333M SDR0403-330K
PD43-393M SDR0403-390K
PD43-473K SDR0403-470K
PD43-563K SDR0403-560K
PD43-683K SDR0403-680K
PD54-102M SDR0604-1R0M
PD54-152M SDR0604-1R5M
PD54-222M SDR0604-2R2M
PD54-272M SDR0604-2R7M
PD54-332M SDR0604-3R3M
PD54-472M SDR0604-4R7M
PD54-562M SDR0604-5R6M
PD54-682M SDR0604-6R8M
PD54-822M SDR0604-8R2M
PD54-103K SDR0604-100M
PD54-123K SDR0604-120M
PD54-153K SDR0604-150M
PD54-183K SDR0604-180M
PD54-223K SDR0604-220M
PD54-273K SDR0604-270M
PD54-333K SDR0604-330K
PD54-393K SDR0604-390K
PD54-473K SDR0604-470K
PD54-563K SDR0604-560K
PD54-683K SDR0604-680K
PD54-823K SDR0604-820K
PD54-104K SDR0604-101K
PD54-124K SDR0604-121K
PD54-154K SDR0604-151K
PD54-184K SDR0604-181K
PD54-224K SDR0604-221K
PD75-103K SDR0805-100M
PD75-123K SDR0805-120M
PD75-153K SDR0805-150M
PD75-183K SDR0805-180M
PD75-223K SDR0805-220M
PD75-273K SDR0805-270K
PD75-333K SDR0805-330K
PD75-393K SDR0805-390K
PD75-473K SDR0805-470K
PD75-563K SDR0805-560K
PD75-683K SDR0805-680K
PD75-823K SDR0805-820K
PD75-104K SDR0805-101K
PD75-124K SDR0805-121K
PD75-154K SDR0805-151K
PD75-184K SDR0805-181K
*PD75-224K SDR0805-221K
PD105-103K SDR1006-100M
PD105-123K SDR1006-120M
PD105-153K SDR1006-150M
PD105-183K SDR1006-180M
PD105-223K SDR1006-220M
PD105-273K SDR1006-270K
PD105-333K SDR1006-330K
PD105-393K SDR1006-390K
PD105-473K SDR1006-470K
PD105-563K SDR1006-560K
PD105-683K SDR1006-680K

API Delevan Bourns
PD105-823K SDR1006-820K
PD105-104K SDR1006-101K
PD105-124K SDR1006-121K
PD105-154K SDR1006-151K
PD105-184K SDR1006-181K
PD105-224K SDR1006-221K
PD105-274K SDR1006-271K
PD105-334K SDR1006-331K
PD105-394K SDR1006-391K
PD105-474K SDR1006-471K
PD105-564K SDR1006-561K
PD105-684K SDR1006-681K
PD105-824K SDR1006-821K
SPD125-103M SRR1206-100M
SPD125-123M SRR1206-120M
SPD125-153M SRR1206-150M
SPD125-183M SRR1206-180M
SPD125-223M SRR1206-220M
SPD125-273M SRR1206-270M
SPD125-333M SRR1206-330Y
SPD125-393M SRR1206-390Y
SPD125-473M SRR1206-470Y
SPD125-563M SRR1206-560Y
SPD125-683M SRR1206-680Y
SPD125-823M SRR1206-820Y
SPD125-104M SRR1206-101Y
SPD125-124M SRR1206-121Y
SPD125-154M SRR1206-151K
SPD125-184M SRR1206-181K
SPD125-224M SRR1206-221K
SPD125-274M SRR1206-271K
SPD125-334M SRR1206-331K
SPD125-394M SRR1206-391K
SPD125-474M SRR1206-471K
SPD125-564M SRR1206-561K
SPD125-684M SRR1206-681K
SPD125-824M SRR1206-821K
SPD127-103M SRR1208-100M
SPD127-123M SRR1208-120M
SPD127-153M SRR1208-150M
SPD127-183M SRR1208-180M
SPD127-223M SRR1208-220M
SPD127-273M SRR1208-270M
SPD127-333M SRR1208-330Y
SPD127-393M SRR1208-390Y
SPD127-473M SRR1208-470Y
SPD127-563M SRR1208-560Y
SPD127-683M SRR1208-680Y
SPD127-823M SRR1208-820Y
SPD127-104M SRR1208-101Y
SPD127-224M SRR1208-221K
SPD127-334M SRR1208-331K
SPD127-474M SRR1208-471K
SPD127-105M SRR1208-102K

BI Technologies Bourns
BCL453232-2R7K CM453232-2R7K
BCL453232-330K CM453232-330K
BCL453232-331K CM453232-331K
BCL453232-390K CM453232-390K
BCL453232-391K CM453232-391K
BCL453232-3R3K CM453232-3R3K
BCL453232-3R9K CM453232-3R9K
BCL453232-470K CM453232-470K
BCL453232-471K CM453232-471K
BCL453232-4R7K CM453232-4R7K
BCL453232-560K CM453232-560K
BCL453232-561K CM453232-561K
BCL453232-5R6K CM453232-5R6K
BCL453232-680K CM453232-680K
BCL453232-681K CM453232-681K
BCL453232-6R8K CM453232-6R8K
BCL453232-820K CM453232-820K
BCL453232-821K CM453232-821K
BCL453232-8R2K CM453232-8R2K
BCL453232-R10M CM453232-R10M
BCL453232-R12M CM453232-R12M
BCL453232-R15M CM453232-R15M
BCL453232-R18M CM453232-R18M
BCL453232-R22M CM453232-R22M
BCL453232-R27M CM453232-R27M
BCL453232-R33M CM453232-R33M
BCL453232-R39M CM453232-R39M
BCL453232-R47M CM453232-R47M
BCL453232-R56M CM453232-R56M
BCL453232-R68M CM453232-R68M
BCL453232-R82M CM453232-R82M
BMC0402HF-10NK CI100505-10NJ
BMC0402HF-1N5S CI100505-1N5D
BMC0402HF-1N8S CI100505-1N8D
BMC0402HF-2N2S CI100505-2N2D
BMC0402HF-2N7S CI100505-2N7D
BMC0402HF-3N3K CI100505-3N3D
BMC0402HF-3N9K CI100505-3N9D
BMC0402HF-4N7K CI100505-4N7D
BMC0402HF-5N6K CI100505-5N6D
BMC0402HF-6N8K CI100505-6N8J
BMC0402HF-8N2K CI100505-8N2J
BMC0603HF-10NK CI160808-10NJ
BMC0603HF-12NK CI160808-12NJ
BMC0603HF-15NK CI160808-15NJ
BMC0603HF-18NK CI160808-18NJ
BMC0603HF-1N5S CI160808-1N5D
BMC0603HF-1N8S CI160808-1N8D
BMC0603HF-22NK CI160808-22NJ
BMC0603HF-27NK CI160808-27NJ
BMC0603HF-2N2S CI160808-2N2D
BMC0603HF-2N7S CI160808-2N7D
BMC0603HF-33NK CI160808-33NJ
BMC0603HF-39NK CI160808-39NJ
BMC0603HF-3N3K CI160808-3N3D
BMC0603HF-3N9K CI160808-3N9D
BMC0603HF-47NK CI160808-47NJ
BMC0603HF-4N7K CI160808-4N7D
BMC0603HF-56NK CI160808-56NJ
BMC0603HF-5N6K CI160808-5N6D
BMC0603HF-6N8K CI160808-6N8J
BMC0603HF-8N2K CI160808-8N2J
BMC0805HF-10NK CI201210-10NJ
BMC0805HF-12NK CI201210-12NJ
BMC0805HF-15NK CI201210-15NJ
BMC0805HF-18NK CI201210-18NJ
BMC0805HF-1N5S CI201210-1N5D
BMC0805HF-1N8S CI201210-1N8D
BMC0805HF-22NK CI201210-22NJ
BMC0805HF-27NK CI201210-27NJ
BMC0805HF-2N2S CI201210-2N2D
BMC0805HF-2N7S CI201210-2N7D
BMC0805HF-33NK CI201210-33NJ
BMC0805HF-39NK CI201210-39NJ
BMC0805HF-3N3K CI201210-3N3D
BMC0805HF-3N9K CI201210-3N9D
BMC0805HF-47NK CI201210-47NJ
BMC0805HF-4N7K CI201210-4N7D
BMC0805HF-56NK CI201210-56NJ
BMC0805HF-5N6K CI201210-5N6D
BMC0805HF-68NK CI201210-68NJ
BMC0805HF-6N8K CI201210-6N8J
BMC0805HF-82NK CI201210-82NJ
BMC0805HF-8N2K CI201210-8N2J
BMC0805HF-R10K CI201210-R10J
BML0603-1R0K CS160808-1R0K
BML0603-1R2K CS160808-1R2K
BML0603-1R5K CS160808-1R5K
BML0603-1R8K CS160808-1R8K
BML0603-2R2K CS160808-2R2K
BML0603-2R7K CS160808-2R7K
BML0603-R047K CS160808-47NK
BML0603-R068K CS160808-68NK
BML0603-R082K CS160808-82NK
BML0603-R10K CS160808-R10K
BML0603-R12K CS160808-R12K

BI Technologies Bourns
BML0603-R15K CS160808-R15K
BML0603-R18K CS160808-R18K
BML0603-R22K CS160808-R22K
BML0603-R27K CS160808-R27K
BML0603-R33K CS160808-R33K
BML0603-R39K CS160808-R39K
BML0603-R47K CS160808-R47K
BML0603-R56K CS160808-R56K
BML0603-R68K CS160808-R68K
BML0603-R82K CS160808-R82K
BML0805-100K CS201212-100K
BML0805-120K CS201212-120K
BML0805-150K CS201212-150K
BML0805-180K CS201212-180K
BML0805-1R0K CS201212-1R0K
BML0805-1R2K CS201212-1R2K
BML0805-1R5K CS201212-1R5K
BML0805-1R8K CS201212-1R8K
BML0805-220K CS201212-220K
BML0805-270K CS201212-270K
BML0805-2R2K CS201212-2R2K
BML0805-2R7K CS201212-2R7K
BML0805-330K CS201212-330K
BML0805-3R3K CS201212-3R3K
BML0805-3R9K CS201212-3R9K
BML0805-4R7K CS201212-4R7K
BML0805-5R6K CS201212-5R6K
BML0805-6R8K CS201212-6R8K
BML0805-8R2K CS201212-8R2K
BML0805-R047K CS201212-47NK
BML0805-R068K CS201212-68NK
BML0805-R082K CS201212-82NK
BML0805-R10K CS201212-R10K
BML0805-R12K CS201212-R12K
BML0805-R15K CS201212-R15K
BML0805-R18K CS201212-R18K
BML0805-R22K CS201212-R22K
BML0805-R27K CS201212-R27K
BML0805-R33K CS201212-R33K
BML0805-R39K CS201212-R39K
BML0805-R47K CS201212-R47K
BML0805-R56K CS201212-R56K
BML0805-R68K CS201212-R68K
BML0805-R82K CS201212-R82K
BML1206-100K CS321613-100K
BML1206-120K CS321613-120K
BML1206-150K CS321613-150K
BML1206-180K CS321613-180K
BML1206-1R0K CS321613-1R0K
BML1206-1R2K CS321613-1R2K
BML1206-1R5K CS321613-1R5K
BML1206-1R8K CS321613-1R8K
BML1206-220K CS321613-220K
BML1206-270K CS321613-270K
BML1206-2R2K CS321613-2R2K
BML1206-2R7K CS321613-2R7K
BML1206-330K CS321613-330K
BML1206-3R3K CS321613-3R3K
BML1206-3R9K CS321613-3R9K
BML1206-4R7K CS321613-4R7K
BML1206-5R6K CS321613-5R6K
BML1206-6R8K CS321613-6R8K
BML1206-8R2K CS321613-8R2K
BML1206-R047K CS321613-47NK
BML1206-R068K CS321613-68NK
BML1206-R10K CS321613-R10K
BML1206-R12K CS321613-R12K
BML1206-R15K CS321613-R15K
BML1206-R18K CS321613-R18K
BML1206-R22K CS321613-R22K
BML1206-R27K CS321613-R27K
BML1206-R33K CS321613-R33K
BML1206-R39K CS321613-R39K
BML1206-R47K CS321613-R47K
BML1206-R56K CS321613-R56K
BML1206-R68K CS321613-R68K
BML1206-R82K CS321613-R82K
HJ76-30100J SDR1005-100M
HJ76-30101J SDR1005-101K
HJ76-30102J SDR1005-102K
HJ76-30150J SDR1005-150M
HJ76-30151J SDR1005-151K
HJ76-301R0J SDR1005-1R0M
HJ76-301R5J SDR1005-1R5M
HJ76-30220J SDR1005-220M
HJ76-30221J SDR1005-221K
HJ76-302R5J SDR1005-2R5M
HJ76-30330J SDR1005-330K
HJ76-30331J SDR1005-331K
HJ76-303R3J SDR1005-3R3M
HJ76-30470J SDR1005-470K
HJ76-30471J SDR1005-471K
HJ76-304R7J SDR1005-4R7M
HJ76-30680J SDR1005-680K
HJ76-30681J SDR1005-681K
HJ76-306R8J SDR1005-6R8M

BI Technologies Bourns
HM63-20100 SDR0302-100M
HM63-20101 SDR0302-101K
HM63-20120 SDR0302-120M
HM63-20150 SDR0302-150M
HM63-20180 SDR0302-180M
HM63-20220 SDR0302-220M
HM63-20270 SDR0302-270M
HM63-202R7 SDR0302-2R7M
HM63-20330 SDR0302-330K
HM63-20390 SDR0302-390K
HM63-20470 SDR0302-470K
HM63-204R7 SDR0302-4R7M
HM63-20560 SDR0302-560K
HM63-20680 SDR0302-680K
HM63-206R8 SDR0302-6R8M
HM63-20820 SDR0302-820K
HM63-208R2 SDR0302-8R2M
HM66-15100 SRR3011-100Y
HM66-15150 SRR3011-150Y
HM66-151R5 SRR3011-1R5Y
HM66-15220 SRR3011-220Y
HM66-15330 SRR3011-330Y
HM66-153R3 SRR3011-3R3Y
HM66-154R7 SRR3011-4R7Y
HM66-156R8 SRR3011-6R8Y
HM66-20100 SRR4011-100Y
HM66-20150 SRR4011-150Y
HM66-20220 SRR4011-220Y
HM66-202R2 SRR4011-2R2Y
HM66-20330 SRR4011-330Y
HM66-203R3 SRR4011-3R3Y
HM66-204R7 SRR4011-4R7Y
HM66-208R2 SRR4011-8R2Y
HM66-80100 SRU1038-100Y
HM66-80101 SRU1038-101Y
HM66-80150 SRU1038-150Y
HM66-80151 SRU1038-151Y
HM66-801R5 SRU1038-1R5Y
HM66-80220 SRU1038-220Y
HM66-80221 SRU1038-221Y
HM66-80330 SRU1038-330Y
HM66-80331 SRU1038-331Y
HM66-80470 SRU1038-470Y
HM66-80680 SRU1038-680Y
HM75-40100 SDR2207-100M
HM75-40101 SDR2207-101K
HM75-40150 SDR2207-150Y
HM75-40220 SDR2207-220Y
HM75-40330 SDR2207-330Y
HM75-403R3 SDR2207-3R3M
HM75-40470 SDR2207-470K
HM75-404R7 SDR2207-4R7M
HM75-405R6 SDR2207-5R6M
HM75-40680 SDR2207-680K
HM76-10100J SDR0703-100J
HM76-10150J SDR0703-150J
HM76-10220J SDR0703-220J
HM76-10330J SDR0703-330J
HM76-10470J SDR0703-470J
HM76-104R7J SDR0703-4R7J
HM76-106R8J SDR0703-6R8J
HM76-50101 SDR1806-101J
HM76-50102 SDR1806-102J
HM76-50151 SDR1806-151J
HM76-50221 SDR1806-221J
HM76-50331 SDR1806-331J
HM76-50471 SDR1806-471J
HM76-50681 SDR1806-681J
HM78-10100 SRR7032-100M
HM78-10150 SRR7032-150M
HM78-10220 SRR7032-220M
HM78-10330 SRR7032-330M
HM78-10470 SRR7032-470M
HM78-10680 SRR7032-680M
HM78-20100 SRR7045-100M
HM78-20101 SRR7045-101M
HM78-20150 SRR7045-150M
HM78-20151 SRR7045-151M
HM78-20220 SRR7045-220M
HM78-20221 SRR7045-221M
HM78-20330 SRR7045-330M
HM78-20470 SRR7045-470M
HM78-20680 SRR7045-680M
HM78-45100 SRR1240-100M
HM78-45101 SRR1240-101M
HM78-45150 SRR1240-150M
HM78-45220 SRR1240-220M
HM78-45330 SRR1240-330M
HM78-45470 SRR1240-470M
HM78-454R7 SRR1240-4R7Y
HM78-45680 SRR1240-680M
HM78-456R8 SRR1240-6R8M
HM78-50100 SRR1260-100M
HM78-50101 SRR1260-101M
HM78-50120 SRR1260-120M
HM78-50150 SRR1260-150M

Bel Fuse Bourns
S581-4000-00 SDR1005-1R0M
S581-4000-01 SDR1005-1R5M
S581-4000-03 SDR1005-3R3M
S581-4000-04 SDR1005-4R7M
S581-4000-05 SDR1005-6R8M
S581-4000-06 SDR1005-100M
S581-4000-07 SDR1005-150M
S581-4000-08 SDR1005-220M
S581-4000-09 SDR1005-330K
S581-4000-10 SDR1005-470K
S581-4000-11 SDR1005-680K
S581-4000-12 SDR1005-101K
S581-4000-13 SDR1005-151K
S581-4000-14 SDR1005-221K
S581-4000-15 SDR1005-331K
S581-4000-16 SDR1005-471K
S581-4000-54 SRR1005-4R7M
S581-4000-55 SDR0703-100K
S581-4000-56 SRR1005-470Y

BI Technologies Bourns
BCL453232-100K CM453232-100K
BCL453232-101K CM453232-101K
BCL453232-102K CM453232-102K
BCL453232-120K CM453232-120K
BCL453232-121K CM453232-121K
BCL453232-150K CM453232-150K
BCL453232-151K CM453232-151K
BCL453232-180K CM453232-180K
BCL453232-181K CM453232-181K
BCL453232-1R0K CM453232-1R0K
BCL453232-1R2K CM453232-1R2K
BCL453232-1R5K CM453232-1R5K
BCL453232-1R8K CM453232-1R8K
BCL453232-220K CM453232-220K
BCL453232-221K CM453232-221K
BCL453232-270K CM453232-270K
BCL453232-271K CM453232-271K
BCL453232-2R2K CM453232-2R2K

* Physical equivalent. Electrical specs within 10% of competitor.
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BI Technologies Bourns
HM78-50180 SRR1260-180M
HM78-50220 SRR1260-220M
HM78-50270 SRR1260-270M
HM78-50330 SRR1260-330M
HM78-50390 SRR1260-390M
HM78-50470 SRR1260-470M
HM78-50560 SRR1260-560M
HM78-50680 SRR1260-680M
HM78-50820 SRR1260-820M
HM79-10100 SDR0403-100M
HM79-10120 SDR0403-120M
HM79-10150 SDR0403-150M
HM79-10180 SDR0403-180M
HM79-101R0 SDR0403-1R0M
HM79-101R4 SDR0403-1R4M
HM79-101R8 SDR0403-1R8M
HM79-10220 SDR0403-220M
HM79-10270 SDR0403-270K
HM79-102R2 SDR0403-2R2M
HM79-102R7 SDR0403-2R7M
HM79-10330 SDR0403-330K
HM79-103R3 SDR0403-3R3M
HM79-103R9 SDR0403-3R9M
HM79-104R7 SDR0403-4R7M
HM79-105R6 SDR0403-5R6M
HM79-106R8 SDR0403-6R8M
HM79-108R2 SDR0403-8R2M
HM79-20100 SDR0603-100M
HM79-20101 SDR0603-101K
HM79-20120 SDR0603-120M
HM79-20121 SDR0603-121K
HM79-20150 SDR0603-150M
HM79-20151 SDR0603-151K
HM79-20180 SDR0603-180M
HM79-20181 SDR0603-181K
HM79-20220 SDR0603-220M
HM79-20221 SDR0603-221K
HM79-20270 SDR0603-270M
HM79-20330 SDR0603-330K
HM79-20390 SDR0603-390K
HM79-20470 SDR0603-470K
HM79-20560 SDR0603-560K
HM79-20680 SDR0603-680K
HM79-20820 SDR0603-820K
HM79-40100 SDR0805-100M
HM79-40101 SDR0805-101K
HM79-40120 SDR0805-120M
HM79-40121 SDR0805-121K
HM79-40150 SDR0805-150M
HM79-40151 SDR0805-151K
HM79-40180 SDR0805-180M
HM79-40181 SDR0805-181K
HM79-40220 SDR0805-220M
HM79-40221 SDR0805-221K
HM79-40270 SDR0805-270K
HM79-40271 SDR0805-271K
HM79-40330 SDR0805-330K
HM79-40331 SDR0805-331K
HM79-40390 SDR0805-390K
HM79-40391 SDR0805-391K
HM79-40470 SDR0805-470K
HM79-40471 SDR0805-471K
HM79-40560 SDR0805-560K
HM79-40680 SDR0805-680K
HM79-40820 SDR0805-820K
HM79-60100 SDR1006-100M
HM79-60101 SDR1006-101K
HM79-60120 SDR1006-120M
HM79-60121 SDR1006-121K
HM79-60150 SDR1006-150M
HM79-60151 SDR1006-151K
HM79-60180 SDR1006-180M
HM79-60181 SDR1006-181K
HM79-60220 SDR1006-220M
HM79-60221 SDR1006-221K
HM79-60270 SDR1006-270K
HM79-60271 SDR1006-271K
HM79-60330 SDR1006-330K
HM79-60331 SDR1006-331K
HM79-60390 SDR1006-390K
HM79-60391 SDR1006-391K
HM79-60470 SDR1006-470K
HM79-60471 SDR1006-471K
HM79-60560 SDR1006-560K
HM79-60561 SDR1006-561K
HM79-60680 SDR1006-680K
HM79-60681 SDR1006-681K
HM79-60820 SDR1006-820K
HM79-60821 SDR1006-821K

C&D Bourns
26151K SDR1006-151K
26180M SDR1006-180M
26220M SDR1006-220M
26221K SDR1006-221K
26330K SDR1006-330K
26331K SDR1006-331K
263R3M SDR1006-3R3M
26470K SDR1006-470K
26471K SDR1006-471K
264R7M SDR1006-4R7M
26680K SDR1006-680K
26681K SDR1006-681K
266R8M SDR1006-6R8M

Cal-Chip Bourns
GLF1608 1R8K CS160808-1R8K
GLF1608 2R2K CS160808-2R2K
GLF1608 2R7K CS160808-2R7K
GLF1608 47NM CS160808-47NK
GLF1608 68NM CS160808-68NK
GLF1608 82NM CS160808-82NK
GLF1608 R10K CS160808-R10K
GLF1608 R12K CS160808-R12K
GLF1608 R15K CS160808-R15K
GLF1608 R18K CS160808-R18K
GLF1608 R22K CS160808-R22K
GLF1608 R27K CS160808-R27K
GLF1608 R33K CS160808-R33K
GLF1608 R39K CS160808-R39K
GLF1608 R47K CS160808-R47K
GLF1608 R56K CS160808-R56K
GLF1608 R68K CS160808-R68K
GLF1608 R82K CS160808-R82K
GLF2125 100K CS201212-100K
GLF2125 120K CS201212-120K
GLF2125 150K CS201212-150K
GLF2125 180K CS201212-180K
GLF2125 1R0K CS201212-1R0K
GLF2125 1R2K CS201212-1R2K
GLF2125 1R5K CS201212-1R5K
GLF2125 1R8K CS201212-1R8K
GLF2125 220K CS201212-220K
GLF2125 270K CS201212-270K
GLF2125 2R2K CS201212-2R2K
GLF2125 2R7K CS201212-2R7K
GLF2125 330K CS201212-330K
GLF2125 3R3K CS201212-3R3K
GLF2125 3R9K CS201212-3R9K
GLF2125 47NM CS201212-47NK
GLF2125 4R7K CS201212-4R7K
GLF2125 5R6K CS201212-5R6K
GLF2125 68NM CS201212-68NK
GLF2125 6R8K CS201212-6R8K
GLF2125 82NM CS201212-82NK
GLF2125 8R2K CS201212-8R2K
GLF2125 R10K CS201212-R10K
GLF2125 R12K CS201212-R12K
GLF2125 R15K CS201212-R15K
GLF2125 R18K CS201212-R18K
GLF2125 R22K CS201212-R22K
GLF2125 R27K CS201212-R27K
GLF2125 R33K CS201212-R33K
GLF2125 R39K CS201212-R39K
GLF2125 R47K CS201212-R47K
GLF2125 R56K CS201212-R56K
GLF2125 R68K CS201212-R68K
GLF2125 R82K CS201212-R82K
GLF3216 100K CS321613-100K
GLF3216 120K CS321613-120K
GLF3216 150K CS321613-150K
GLF3216 180K CS321613-180K
GLF3216 1R0K CS321613-1R0K
GLF3216 1R2K CS321613-1R2K
GLF3216 1R5K CS321613-1R5K
GLF3216 1R8K CS321613-1R8K
GLF3216 220K CS321613-220K
GLF3216 270K CS321613-270K
GLF3216 2R2K CS321613-2R2K
GLF3216 2R7K CS321613-2R7K
GLF3216 330K CS321613-330K
GLF3216 3R3K CS321613-3R3K
GLF3216 3R9K CS321613-3R9K
GLF3216 47NM CS321613-47NK
GLF3216 4R7K CS321613-4R7K
GLF3216 5R6K CS321613-5R6K
GLF3216 68NM CS321613-68NK
GLF3216 6R8K CS321613-6R8K
GLF3216 8R2K CS321613-8R2K
GLF3216 R10K CS321613-R10K
GLF3216 R12K CS321613-R12K
GLF3216 R15K CS321613-R15K
GLF3216 R18K CS321613-R18K
GLF3216 R22K CS321613-R22K
GLF3216 R27K CS321613-R27K
GLF3216 R33K CS321613-R33K
GLF3216 R39K CS321613-R39K
GLF3216 R47K CS321613-R47K
GLF3216 R56K CS321613-R56K
GLF3216 R68K CS321613-R68K
GLF3216 R82K CS321613-R82K
NL4532 100K CM453232-100K
NL4532 101K CM453232-101K
NL4532 120K CM453232-120K
NL4532 121K CM453232-121K
NL4532 150K CM453232-150K
NL4532 151K CM453232-151K
NL4532 180K CM453232-180K
NL4532 181K CM453232-181K
NL4532 1R0M CM453232-1R0K
NL4532 1R2M CM453232-1R2K
NL4532 1R5M CM453232-1R5K

Cal-Chip Bourns
NL4532 1R8M CM453232-1R8K
NL4532 220K CM453232-220K
NL4532 221K CM453232-221K
NL4532 270K CM453232-270K
NL4532 2R2M CM453232-2R2K
NL4532 2R7M CM453232-2R7K
NL4532 330K CM453232-330K
NL4532 390K CM453232-390K
NL4532 3R3K CM453232-3R3K
NL4532 3R9K CM453232-3R9K
NL4532 470K CM453232-470K
NL4532 4R7K CM453232-4R7K
NL4532 560K CM453232-560K
NL4532 5R6K CM453232-5R6K
NL4532 680K CM453232-680K
NL4532 6R8K CM453232-6R8K
NL4532 820K CM453232-820K
NL4532 8R2K CM453232-8R2K
NL4532 R22M CM453232-R22M
NL4532 R27M CM453232-R27M
NL4532 R33M CM453232-R33M
NL4532 R39M CM453232-R39M
NL4532 R47M CM453232-R47M
NL4532 R56M CM453232-R56M
NL4532 R68M CM453232-R68M
NL4532 R82M CM453232-R82M
WB0805CS 12NJ CW201212-12NJ
WB0805CS 15NJ CW201212-15NJ
WB0805CS 18NJ CW201212-18NJ
WB0805CS 22NJ CW201212-22NJ
WB0805CS 27NJ CW201212-27NJ
WB0805CS 33NJ CW201212-33NJ
WB0805CS 39NJ CW201212-39NJ
WB0805CS 3N3J CW201212-3N3J
WB0805CS 47NJ CW201212-47NJ
WB0805CS 56NJ CW201212-56NJ
WB0805CS 68NJ CW201212-68NJ
WB0805CS 6N8J CW201212-6N8J
WB0805CS 82NJ CW201212-82NJ
WB0805CS 8N2J CW201212-8N2J
WB0805CS R10J CW201212-R10J
WB0805CS R12J CW201212-R12J
WB0805CS R15J CW201212-R15J
WB0805CS R18J CW201212-R18J
WB0805CS R22J CW201212-R22J
WB1008CHCS 10NJ CW252016-10NJ
WB1008CHCS 10NK CW252016-10NK
WB1008CHCS 12NJ CW252016-12NJ
WB1008CHCS 12NK CW252016-12NK
WB1008CHCS 15NJ CW252016-15NJ
WB1008CHCS 15NK CW252016-15NK
WB1008CHCS 18NJ CW252016-18NJ
WB1008CHCS 18NK CW252016-18NK
WB1008CHCS 1R0G CW252016-1R0G
WB1008CHCS 1R0J CW252016-1R0J
WB1008CHCS 1R2G CW252016-1R2G
WB1008CHCS 1R2J CW252016-1R2J
WB1008CHCS 1R5G CW252016-1R5G
WB1008CHCS 1R5J CW252016-1R5J
WB1008CHCS 1R8G CW252016-1R8G
WB1008CHCS 1R8J CW252016-1R8J
WB1008CHCS 22NJ CW252016-22NJ
WB1008CHCS 22NK CW252016-22NK
WB1008CHCS 27NJ CW252016-27NJ
WB1008CHCS 27NK CW252016-27NK
WB1008CHCS 2R2G CW252016-2R2G
WB1008CHCS 2R2J CW252016-2R2J
WB1008CHCS 2R7G CW252016-2R7G
WB1008CHCS 2R7J CW252016-2R7J
WB1008CHCS 33NJ CW252016-33NJ
WB1008CHCS 33NK CW252016-33NK
WB1008CHCS 39NJ CW252016-39NJ
WB1008CHCS 39NK CW252016-39NK
WB1008CHCS 3R3G CW252016-3R3G
WB1008CHCS 3R3J CW252016-3R3J
WB1008CHCS 3R9G CW252016-3R9G
WB1008CHCS 3R9J CW252016-3R9J
WB1008CHCS 47NK CW252016-47NK
WB1008CHCS 47NK CW252016-47NJ
WB1008CHCS 4R7G CW252016-4R7G
WB1008CHCS 4R7J CW252016-4R7J
WB1008CHCS 56NG CW252016-56NG
WB1008CHCS 56NJ CW252016-56NJ
WB1008CHCS 68NG CW252016-68NG
WB1008CHCS 68NJ CW252016-68NJ
WB1008CHCS 82NG CW252016-82NG
WB1008CHCS 82NJ CW252016-82NJ
WB1008CHCS R10G CW252016-R10G
WB1008CHCS R10J CW252016-R10J
WB1008CHCS R12G CW252016-R12G
WB1008CHCS R12J CW252016-R12J
WB1008CHCS R15G CW252016-R15G
WB1008CHCS R15J CW252016-R15J
WB1008CHCS R18G CW252016-R18G
WB1008CHCS R18J CW252016-R18J
WB1008CHCS R22G CW252016-R22G

Cal-Chip Bourns
WB1008CHCS R22J CW252016-R22J
WB1008CHCS R27G CW252016-R27G
WB1008CHCS R27J CW252016-R27J
WB1008CHCS R33G CW252016-R33G
WB1008CHCS R33J CW252016-R33J
WB1008CHCS R39G CW252016-R39G
WB1008CHCS R39J CW252016-R39J
WB1008CHCS R47G CW252016-R47G
WB1008CHCS R47J CW252016-R47J
WB1008CHCS R56G CW252016-R56G
WB1008CHCS R56J CW252016-R56J
WB1008CHCS R68G CW252016-R68G
WB1008CHCS R68J CW252016-R68J
WB1008CHCS R82G CW252016-R82G
WB1008CHCS R82J CW252016-R82J

Cal-Chip Bourns
GHF1005 10NK CI100505-10NJ
GHF1005 12NK CI100505-12NJ
GHF1005 15NK CI100505-15NJ
GHF1005 18NK CI100505-18NJ
GHF1005 1N0S CI100505-1N0D
GHF1005 1N2S CI100505-1N2D
GHF1005 1N5S CI100505-1N5D
GHF1005 1N8S CI100505-1N8D
GHF1005 22NK CI100505-22NJ
GHF1005 27NK CI100505-27NJ
GHF1005 2N2S CI100505-2N2D
GHF1005 2N7S CI100505-2N7D
GHF1005 33NK CI100505-33NJ
GHF1005 39NK CI100505-39NJ
GHF1005 3N3K CI100505-3N3D
GHF1005 3N9K CI100505-3N9D
GHF1005 47NK CI100505-47NJ
GHF1005 4N7K CI100505-4N7D
GHF1005 56NK CI100505-56NJ
GHF1005 5N6K CI100505-5N6D
GHF1005 6N8K CI100505-6N8J
GHF1005 8N2K CI100505-8N2J
GHF1608 10NJ CI160808-10NJ
GHF1608 12NJ CI160808-12NJ
GHF1608 15NJ CI160808-15NJ
GHF1608 18NJ CI160808-18NJ
GHF1608 1N5S CI160808-1N5D
GHF1608 1N8S CI160808-1N8D
GHF1608 22NJ CI160808-22NJ
GHF1608 27NJ CI160808-27NJ
GHF1608 2N2S CI160808-2N2D
GHF1608 2N7S CI160808-2N7D
GHF1608 33NJ CI160808-33NJ
GHF1608 39NJ CI160808-39NJ
GHF1608 3N3K CI160808-3N3D
GHF1608 3N9K CI160808-3N9D
GHF1608 47NJ CI160808-47NJ
GHF1608 4N7K CI160808-4N7D
GHF1608 56NJ CI160808-56NJ
GHF1608 5N6K CI160808-5N6D
GHF1608 68NJ CI160808-68NJ
GHF1608 6N8J CI160808-6N8J
GHF1608 82NJ CI160808-82NJ
GHF1608 8N2J CI160808-8N2J
GHF1608 R10J CI160808-R10J
GHF1608 R12J CI160808-R12J
GHF2125 10NJ CI201210-6N8J
GHF2125 12NJ CI201210-8N2J
GHF2125 15NJ CI201210-10NJ
GHF2125 18NJ CI201210-12NJ
GHF2125 1N5S CI201210-1N0D
GHF2125 1N8S CI201210-1N2D
GHF2125 22NJ CI201210-15NJ
GHF2125 27NJ CI201210-18NJ
GHF2125 2N2S CI201210-1N5D
GHF2125 2N7S CI201210-1N8D
GHF2125 33NJ CI201210-22NJ
GHF2125 39NJ CI201210-27NJ
GHF2125 3N3K CI201210-2N2D
GHF2125 3N9K CI201210-2N7D
GHF2125 47NJ CI201210-33NJ
GHF2125 4N7K CI201210-3N3D
GHF2125 56NJ CI201210-39NJ
GHF2125 5N6K CI201210-3N9D
GHF2125 68NJ CI201210-47NJ
GHF2125 6N8J CI201210-4N7D
GHF2125 82NJ CI201210-56NJ
GHF2125 8N2J CI201210-5N6D
GHF2125 R10J CI201210-68NJ
GHF2125 R12J CI201210-82NJ
GHF2125 R15J CI201210-R10J
GHF2125 R18J CI201210-R12J
GHF2125 R22J CI201210-R15J
GHF2125 R27J CI201210-R18J
GHF2125 R33J CI201210-R22J
GHF2125 R39J CI201210-R27J
GHF2125 R47J CI201210-R33J
GLF1608 1R0K CS160808-1R0K
GLF1608 1R2K CS160808-1R2K
GLF1608 1R5K CS160808-1R5K

C&D Bourns
26100M SDR1006-100M
26101K SDR1006-101K
26120M SDR1006-120M
26150M SDR1006-150M

Central Tech. Bourns
CT0603CS-3N9x CW160808-3N9D
CT0603CS-4N7x CW160808-4N7D
CT0603CS-6N8x CW160808-6N8J
CT0603CS-10Nx CW160808-10NJ
CT0603CS-12Nx CW160808-12NJ
CT0603CS-15Nx CW160808-15NJ
CT0603CS-18Nx CW160808-18NJ
CT0603CS-22Nx CW160808-22NJ
CT0603CS-27Nx CW160808-27NJ
CT0603CS-33Nx CW160808-33NJ
CT0603CS-39Nx CW160808-39NJ
CT0603CS-47Nx CW160808-47NJ
CT0603CS-56Nx CW160808-56NJ
CT0603CS-68Nx CW160808-68NJ
CT0603CS-82Nx CW160808-82NJ
CT0603CS-R10x CW160808-R10J
CT0603CS-R12x CW160808-R12J
CT0603CS-R15x CW160808-R15J
CT0603CS-R18x CW160808-R18J
CT0603CS-R22x CW160808-R22J
CT0603CS-R27x CW160808-R27J

Central Tech. Bourns
CT0805CS-101x CW201212-R10J
CT0805CS-121x CW201212-R12J
*CT0805CS-151x CW201212-R15J
*CT0805CS-181x CW201212-R18J
*CT0805CS-221x CW201212-R22J
CT0805CS-271x CW201212-R27J
CT0805CS-331x CW201212-R33J
CT0805CS-391x CW201212-R39J
CT0805CS-471x CW201212-R47J

x = J, K, M

y= K, M       x= J, K, M

Central Tech. Bourns
CT0805HS-020J CW201212-2N2J
CT0805HS-030J CW201212-3N3J
CT0805HS-060G CW201212-6N8G
CT0805HS-060J CW201212-6N8J
CT0805HS-080G CW201212-8N2G
CT0805HS-080J CW201212-8N2J
CT0805HS-101G CW201212-R10G
CT0805HS-101J CW201212-R10J
CT0805HS-120G CW201212-12NG
CT0805HS-120J CW201212-12NJ
CT0805HS-121G CW201212-R12G
CT0805HS-121J CW201212-R12J
CT0805HS-150G CW201212-15NG
CT0805HS-150J CW201212-15NJ
CT0805HS-151G CW201212-R15G
CT0805HS-151J CW201212-R15J
CT0805HS-180G CW201212-18NG
CT0805HS-180J CW201212-18NJ
CT0805HS-181G CW201212-R18G
CT0805HS-181J CW201212-R18J
CT0805HS-220G CW201212-22NG
CT0805HS-220J CW201212-22NJ

Central Tech. Bourns
CT0805CS-020y CW201212-2N2K
CT0805CS-080y CW201212-8N2J
CT0805CS-120x CW201212-12NJ
CT0805CS-150x CW201212-15NJ
CT0805CS-180x CW201212-18NJ
CT0805CS-220x CW201212-22NJ
CT0805CS-270x CW201212-27NJ
CT0805CS-330x CW201212-33NJ
CT0805CS-390x CW201212-39NJ
CT0805CS-470x CW201212-47NJ
CT0805CS-560x CW201212-56NJ
CT0805CS-680x CW201212-68NJ
CT0805CS-820x CW201212-82NJ

y= K, M       x= J, K, M

* Physical equivalent. Electrical specs within 10% of competitor.
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Central Tech. Bourns
CT0805HS-221G CW201212-R22G
CT0805HS-221J CW201212-R22J
CT0805HS-270G CW201212-27NG
CT0805HS-270J CW201212-27NJ
CT0805HS-271G CW201212-R27G
CT0805HS-271J CW201212-R27J
CT0805HS-330G CW201212-33NG
CT0805HS-330J CW201212-33NJ
CT0805HS-331G CW201212-R33G
CT0805HS-331J CW201212-R33J
CT0805HS-390G CW201212-39NG
CT0805HS-390J CW201212-39NJ
CT0805HS-391G CW201212-R39G
CT0805HS-391J CW201212-R39J
CT0805HS-470G CW201212-47NG
CT0805HS-470J CW201212-47NJ
CT0805HS-471G CW201212-R47G
CT0805HS-471J CW201212-R47J
CT0805HS-560G CW201212-56NG
CT0805HS-560J CW201212-56NJ
CT0805HS-561G CW201212-R56G
CT0805HS-561J CW201212-R56J
CT0805HS-680G CW201212-68NG
CT0805HS-680J CW201212-68NJ
CT0805HS-681G CW201212-R68G
CT0805HS-681J CW201212-R68J
CT0805HS-820G CW201212-82NG
CT0805HS-820J CW201212-82NJ
*CT1008CS-080z CW252016-8N2K
CT1008CS-100z CW252016-10NK
CT1008CS-120y CW252016-12NK
CT1008CS-150y CW252016-15NK
CT1008CS-180y CW252016-18NK
CT1008CS-220y CW252016-22NK
CT1008CS-270y CW252016-27NK
CT1008CS-330x CW252016-33NK
CT1008CS-390x CW252016-39NK
CT1008CS-470x CW252016-47NK
CT1008C S-560x CW252016-56NJ
CT1008CS-680x CW252016-68NJ
CT1008CS-820x CW252016-82NJ
CT1008CS-101x CW252016-R10J
CT1008CS-121x CW252016-R12J
CT1008CS-151x CW252016-R15J
CT1008CS-181x CW252016-R18J
CT1008CS-221x CW252016-R22J
CT1008CS-271x CW252016-R27J
CT1008CS-331x CW252016-R33J
CT1008CS-391x CW252016-R39J
CT1008CS-471x CW252016-R47J
CT1008CS-561x CW252016-R56J
CT1008CS-681x CW252016-R68J
CT1008CS-821x CW252016-R82J
CT1008CS-102x CW252016-1R0J
CT1008CS-122x CW252016-1R2J
CT1008CS-152x CW252016-1R5J
CT1008CS-182x CW252016-1R8J
CT1008CS-222x CW252016-2R2J

Central Tech. Bourns
CT646CY-331M SRR7045-331M
CT646CY-331M SRR7045-331M
CT646CY-470M SRR7045-470M
CT646CY-470M SRR7045-470M
CT646CY-471M SRR7045-471M
CT646CY-471M SRR7045-471M
CT646CY-680M SRR7045-680M
CT646CY-680M SRR7045-680M
CTCDRH104-100 SRU1038-100Y
CTCDRH104-101 SRU1038-101Y
CTCDRH104-150 SRU1038-150Y
CTCDRH104-151 SRU1038-151Y
CTCDRH104-1R5 SRU1038-1R5Y
CTCDRH104-220 SRU1038-220Y
CTCDRH104-221 SRU1038-221Y
CTCDRH104-330 SRU1038-330Y
CTCDRH104-331 SRU1038-331Y
CTCDRH104-470 SRU1038-470Y
CTCDRH104-680 SRU1038-680Y
CTCDRH1124-100M SRR1240-100M
CTCDRH1124-100M SRR1240-100M
CTCDRH1124-101M SRR1240-101M
CTCDRH1124-101M SRR1240-101M
CTCDRH1124-150M SRR1240-150M
CTCDRH1124-150M SRR1240-150M
CTCDRH1124-220M SRR1240-220M
CTCDRH1124-220M SRR1240-220M
CTCDRH1124-330M SRR1240-330M
CTCDRH1124-330M SRR1240-330M
CTCDRH1124-470M SRR1240-470M
CTCDRH1124-470M SRR1240-470M
CTCDRH1124-4R7M SRR1240-4R7Y
CTCDRH1124-4R7M SRR1240-4R7Y
CTCDRH1124-680M SRR1240-680M
CTCDRH1124-680M SRR1240-680M
CTCDRH1124-6R8M SRR1240-6R8M
CTCDRH1124-6R8M SRR1240-6R8M
CTCDRH125-100M SRR1206-100M
CTCDRH125-100M SRR1260-100M
CTCDRH125-100M SRR1260-100M
CTCDRH125-101M SRR1260-101M
CTCDRH125-101M SRR1260-101M
CTCDRH125-101Y SRR1206-101Y
CTCDRH125-102K SRR1206-102K
CTCDRH125-120M SRR1206-120M
CTCDRH125-120M SRR1260-120M
CTCDRH125-120M SRR1260-120M
CTCDRH125-121Y SRR1206-121Y
CTCDRH125-150M SRR1206-150M
CTCDRH125-150M SRR1260-150M
CTCDRH125-150M SRR1260-150M
CTCDRH125-151K SRR1206-151K
CTCDRH125-180M SRR1206-180M
CTCDRH125-180M SRR1260-180M
CTCDRH125-180M SRR1260-180M
CTCDRH125-181K SRR1206-181K
CTCDRH125-220M SRR1206-220M
CTCDRH125-220M SRR1260-220M
CTCDRH125-220M SRR1260-220M
CTCDRH125-221K SRR1206-221K
CTCDRH125-270M SRR1206-270M
CTCDRH125-270M SRR1260-270M
CTCDRH125-270M SRR1260-270M
CTCDRH125-271K SRR1206-271K
CTCDRH125-330M SRR1260-330M
CTCDRH125-330M SRR1260-330M
CTCDRH125-330Y SRR1206-330Y
CTCDRH125-331K SRR1206-331K
CTCDRH125-390M SRR1260-390M
CTCDRH125-390M SRR1260-390M
CTCDRH125-390Y SRR1206-390Y
CTCDRH125-391K SRR1206-391K
CTCDRH125-470M SRR1260-470M
CTCDRH125-470M SRR1260-470M
CTCDRH125-470Y SRR1206-470Y
CTCDRH125-471K SRR1206-471K
CTCDRH125-560M SRR1260-560M
CTCDRH125-560M SRR1260-560M
CTCDRH125-560Y SRR1206-560Y
CTCDRH125-561K SRR1206-561K
CTCDRH125-680M SRR1260-680M
CTCDRH125-680M SRR1260-680M
CTCDRH125-680Y SRR1206-680Y
CTCDRH125-681K SRR1206-681K
CTCDRH125-7R6N SRR1260-7R6Y
CTCDRH125-7R6N SRR1260-7R6Y
CTCDRH125-820M SRR1260-820M
CTCDRH125-820M SRR1260-820M
CTCDRH125-820Y SRR1206-820Y
CTCDRH125-821K SRR1206-821K
CTCDRH127-100M SRR1208-100M
CTCDRH127-101Y SRR1208-101Y
CTCDRH127-102K SRR1208-102K
CTCDRH127-120M SRR1208-120M
CTCDRH127-121Y SRR1208-121Y
CTCDRH127-150M SRR1208-150M

Central Tech. Bourns
CTCDRH127-151Y SRR1208-151Y
CTCDRH127-180M SRR1208-180M
CTCDRH127-181Y SRR1208-181Y
CTCDRH127-220M SRR1208-220M
CTCDRH127-221K SRR1208-221K
CTCDRH127-270M SRR1208-270M
CTCDRH127-271K SRR1208-271K
CTCDRH127-330Y SRR1208-330Y
CTCDRH127-331K SRR1208-331K
CTCDRH127-390Y SRR1208-390Y
CTCDRH127-391K SRR1208-391K
CTCDRH127-470Y SRR1208-470Y
CTCDRH127-471K SRR1208-471K
CTCDRH127-560Y SRR1208-560Y
CTCDRH127-561K SRR1208-561K
CTCDRH127-680Y SRR1208-680Y
CTCDRH127-681K SRR1208-681K
CTCDRH127-820Y SRR1208-820Y
CTCDRH127-821K SRR1208-821K
CTDO1608C-102 SDR0703-1R0M
CTDO1608C-103 SDR0703-100K
CTDO1608C-104 SDR0703-101K
CTDO1608C-105 SDR0703-102K
CTDO1608C-153 SDR0703-150K
CTDO1608C-154 SDR0703-151K
CTDO1608C-222 SDR0703-2R2M
CTDO1608C-223 SDR0703-220K
CTDO1608C-224 SDR0703-221K
CTDO1608C-332 SDR0703-3R3M
CTDO1608C-333 SDR0703-330K
CTDO1608C-334 SDR0703-331K
CTDO1608C-472 SDR0703-4R7K
CTDO1608C-473 SDR0703-470K
CTDO1608C-474 SDR0703-471K
CTDO1608C-682 SDR0703-6R8K
CTDO1608C-683 SDR0703-680K
CTDO1608C-684 SDR0703-681K
CTDO3316-102 SDR1005-1R0M
CTDO3316-152 SDR1005-1R5M
CTDO3316-332 SDR1005-3R3M
CTDO3316-472 SDR1005-4R7M
CTDO3316-682 SDR1005-6R8M
CTDO3316-103 SDR1005-100M
CTDO3316-153 SDR1005-150M
CTDO3316-223 SDR1005-220M
CTDO3316-333 SDR1005-330K
CTDO3316-473 SDR1005-470K
CTDO3316-683 SDR1005-680K
CTDO3316-104 SDR1005-101K
CTDO3316-154 SDR1005-151K
CTDO3316-224 SDR1005-221K
CTDO3316-334 SDR1005-331K
CTDO3316-474 SDR1005-471K
CTDO3316-684 SDR1005-681K
CTDO3316-105 SDR1005-102K
CTDO3316-155 SDR1005-152K
CTDO5022P-102 SDR1806-1R0M
CTDO5022P-103 SDR1806-100M
CTDO5022P-104 SDR1806-101K
CTDO5022P-105 SDR1806-102K
CTDO5022P-153 SDR1806-150M
CTDO5022P-154 SDR1806-151K
CTDO5022P-222 SDR1806-2R2M
CTDO5022P-223 SDR1806-220M
CTDO5022P-224 SDR1806-221K
CTDO5022P-332 SDR1806-3R3M
CTDO5022P-333 SDR1806-330M
CTDO5022P-334 SDR1806-331K
CTDO5022P-473 SDR1806-470M
CTDO5022P-474 SDR1806-471K
CTDO5022P-562 SDR1806-5R6M
CTDO5022P-683 SDR1806-680M
CTDO5022P-684 SDR1806-681K
CTDO5022P-103HC SDR2207-100M
CTDO5022P-153HC SDR2207-150Y
CTDO5022P-332HC SDR2207-3R3M
CTDO5022P-472HC SDR2207-4R7M
CTDS1608C-102 SRR6603-1R0M
CTDS1608C-103 SRR6603-100M
CTDS1608C-104 SRR6603-101M
CTDS1608C-105 SRR6603-102M
CTDS1608C-152 SRR6603-1R5M
CTDS1608C-153 SRR6603-150M
CTDS1608C-154 SRR6603-151M
CTDS1608C-222 SRR6603-2R2M
CTDS1608C-224 SRR6603-221M
CTDS1608C-332 SRR6603-3R3M
CTDS1608C-333 SRR6603-330M
CTDS1608C-334 SRR6603-331M
CTDS1608C-472 SRR6603-4R7M
CTDS1608C-473 SRR6603-470M
CTDS1608C-474 SRR6603-471M
CTDS1608C-682 SRR6603-6R8M
CTDS1608C-683 SRR6603-680M
CTDS1608C-684 SRR6603-681M
CTDS3316-102 SDR1005-1R0M

Central Tech. Bourns
CTDS3316-152 SDR1005-1R5M
CTDS3316-332 SDR1005-3R3M
CTDS3316-472 SDR1005-4R7M
CTDS3316-682 SDR1005-6R8M
CTDS3316-103 SDR1005-100M
CTDS3316-153 SDR1005-150M
CTDS3316-223 SDR1005-220M
CTDS3316-333 SDR1005-330K
CTDS3316-473 SDR1005-470K
CTDSS1005-102 SRR1005-1R0M
CTDSS1005-103 SRR1005-100M
CTDSS1005-104 SRR1005-101K
CTDSS1005-105 SRR1005-102K
CTDSS1005-123 SRR1005-120M
CTDSS1005-124 SRR1005-121K
CTDSS1005-125 SRR1005-122K
CTDSS1005-152 SRR1005-1R5M
CTDSS1005-153 SRR1005-150M
CTDSS1005-154 SRR1005-151K
CTDSS1005-155 SRR1005-152K
CTDSS1005-183 SRR1005-180Y
CTDSS1005-184 SRR1005-181K
CTDSS1005-185 SRR1005-182K
CTDSS1005-222 SRR1005-2R2M
CTDSS1005-223 SRR1005-220Y
CTDSS1005-224 SRR1005-221K
CTDSS1005-225 SRR1005-222K
CTDSS1005-273 SRR1005-270Y
CTDSS1005-274 SRR1005-271K
CTDSS1005-275 SRR1005-272K
CTDSS1005-302 SRR1005-3R0M
CTDSS1005-333 SRR1005-330Y
CTDSS1005-334 SRR1005-331K
CTDSS1005-335 SRR1005-332K
CTDSS1005-393 SRR1005-390Y
CTDSS1005-394 SRR1005-391K
CTDSS1005-472 SRR1005-4R7M
CTDSS1005-473 SRR1005-470Y
CTDSS1005-474 SRR1005-471K
CTDSS1005-563 SRR1005-560Y
CTDSS1005-564 SRR1005-561K
CTDSS1005-683 SRR1005-680Y
CTDSS1005-684 SRR1005-681K
CTDSS1005-702 SRR1005-7R0M
CTDSS1005-823 SRR1005-820Y
CTDSS1005-824 SRR1005-821K
CTDT1608C-102 SRR6603-1R0M
CTDT1608C-103 SRR6603-100M
CTDT1608C-104 SRR6603-101M
CTDT1608C-105 SRR6603-102M
CTDT1608C-152 SRR6603-1R5M
CTDT1608C-153 SRR6603-150M
CTDT1608C-154 SRR6603-151M
CTDT1608C-222 SRR6603-2R2M
CTDT1608C-224 SRR6603-221M
CTDT1608C-332 SRR6603-3R3M
CTDT1608C-333 SRR6603-330M
CTDT1608C-334 SRR6603-331M
CTDT1608C-472 SRR6603-4R7M
CTDT1608C-473 SRR6603-470M
CTDT1608C-474 SRR6603-471M
CTDT1608C-682 SRR6603-6R8M
CTDT1608C-683 SRR6603-680M
CTDT1608C-684 SRR6603-681M
CTGS43-100M SDR0403-100M
CTGS43-120M SDR0403-120M
CTGS43-150M SDR0403-150M
CTGS43-180M SDR0403-180M
CTGS43-1R0M SDR0403-1R0M
CTGS43-1R4M SDR0403-1R4M
CTGS43-1R8M SDR0403-1R8M
CTGS43-220M SDR0403-220M
CTGS43-270M SDR0403-270K
CTGS43-2R2M SDR0403-2R2M
CTGS43-2R7M SDR0403-2R7M
CTGS43-330K SDR0403-330K
CTGS43-390K SDR0403-390K
CTGS43-3R3M SDR0403-3R3M
CTGS43-3R9M SDR0403-3R9M
CTGS43-470K SDR0403-470K
CTGS43-4R7M SDR0403-4R7M
CTGS43-560K SDR0403-560K
CTGS43-5R6M SDR0403-5R6M
CTGS43-680K SDR0403-680K
CTGS43-6R8M SDR0403-6R8M
CTGS43-8R2M SDR0403-8R2M
CTGS54-100M SDR0604-100M
CTGS54-120M SDR0604-120M
CTGS54-150M SDR0604-150M
CTGS54-180M SDR0604-180M
CTGS54-220M SDR0604-220M
CTGS54-270M SDR0604-270M
CTGS54-330K SDR0604-330K
CTGS54-390K SDR0604-390K
CTGS54-470K SDR0604-470K
CTGS54-560K SDR0604-560K

Central Tech. Bourns
CTGS54-680K SDR0604-680K
CTGS54-820K SDR0604-820K
CTGS54-101K SDR0604-101K
CTGS54-121K SDR0604-121K
CTGS54-151K SDR0604-151K
CTGS54-181K SDR0604-181K
CTGS54-221K SDR0604-221K
CTGS75-1R4M SDR0805-1R5M
CTGS75-2R3M SDR0805-2R5M
CTGS75-3R3M SDR0805-3R3M
CTGS75-3R9M SDR0805-3R9M
CTGS75-4R7M SDR0805-4R7M
CTGS75-5R6M SDR0805-5R6M
CTGS75-6R8M SDR0805-6R8M
CTGS75-8R2M SDR0805-8R2M
CTGS75-100K SDR0805-100M
CTGS75-120K SDR0805-120M
CTGS75-150K SDR0805-150M
CTGS75-180K SDR0805-180M
CTGS75-220K SDR0805-220M
CTGS75-270K SDR0805-270K
CTGS75-330K SDR0805-330K
CTGS75-390K SDR0805-390K
CTGS75-470K SDR0805-470K
CTGS75-560K SDR0805-560K
CTGS75-680K SDR0805-680K
CTGS75-820K SDR0805-820K
CTGS75-101K SDR0805-101K
CTGS75-121K SDR0805-121K
CTGS75-151K SDR0805-151K
CTGS75-181K SDR0805-181K
CTGS75-221K SDR0805-221K
CTGS75-271K SDR0805-271K
CTGS75-331K SDR0805-331K
CTGS75-391K SDR0805-391K
CTGS75-471K SDR0805-471K
CTGS75-561K SDR0805-561K
CTGS75-681K SDR0805-681K
CTGS75-821K SDR0805-821K
CTGS105-4R7M SDR1006-4R7M
CTGS105-100M SDR1006-100M
CTGS105-120M SDR1006-120M
CTGS105-150M SDR1006-150M
CTGS105-180M SDR1006-180M
CTGS105-220M SDR1006-220M
CTGS105-270M SDR1006-270K
CTGS105-330M SDR1006-330K
CTGS105-390M SDR1006-390K
CTGS105-470K SDR1006-470K
CTGS105-560K SDR1006-560K
CTGS105-680K SDR1006-680K
CTGS105-820K SDR1006-820K
CTGS105-101K SDR1006-101K
CTGS105-121K SDR1006-121K
CTGS105-151K SDR1006-151K
CTGS105-181K SDR1006-181K
CTGS105-221K SDR1006-221K
CTGS105-271K SDR1006-271K
CTGS105-331K SDR1006-331K
CTGS105-391K SDR1006-391K
CTGS105-471K SDR1006-471K
CTGS105-561K SDR1006-561K
CTGS105-681K SDR1006-681K
CTGS105-821K SDR1006-821K
CTLL1005FH10NJ CI100505-10NJ
CTLL1005FH12NJ CI100505-12NJ
CTLL1005FH15NJ CI100505-15NJ
CTLL1005FH18NJ CI100505-18NJ
CTLL1005FH1N2S CI100505-1N2D
CTLL1005FH1N5S CI100505-1N5D
CTLL1005FH1N8S CI100505-1N8D
CTLL1005FH1NOS CI100505-1N0D
CTLL1005FH22NJ CI100505-22NJ
CTLL1005FH27NJ CI100505-27NJ
CTLL1005FH2N2S CI100505-2N2D
CTLL1005FH2N7S CI100505-2N7D
CTLL1005FH33NJ CI100505-33NJ
CTLL1005FH39NJ CI100505-39NJ
CTLL1005FH3N3S CI100505-3N3D
CTLL1005FH3N9S CI100505-3N9D
CTLL1005FH47NJ CI100505-47NJ
CTLL1005FH4N7S CI100505-4N7D
CTLL1005FH56NJ CI100505-56NJ
CTLL1005FH5N6J CI100505-5N6D
CTLL1005FH68NJ CI100505-68NJ
CTLL1005FH6N8J CI100505-6N8J
CTLL1005FH82NJ CI100505-82NJ
CTLL1005FH8N2J CI100505-8N2J
CTLL1005FHR10J CI100505-R10J
CTLL1608-10NJ CI160808-10NJ
CTLL1608-12NJ CI160808-12NJ
CTLL1608-15NJ CI160808-15NJ
CTLL1608-18NJ CI160808-18NJ
CTLL1608-1N2S CI160808-1N2D
CTLL1608-1N5S CI160808-1N5D
CTLL1608-1N8S CI160808-1N8D

Central Tech. Bourns 
CT636CY-100M SRR7032-100M
CT636CY-100M SRR7032-100M
CT636CY-101M SRR7032-101M
CT636CY-101M SRR7032-101M
CT636CY-150M SRR7032-150M
CT636CY-150M SRR7032-150M
CT636CY-220M SRR7032-220M
CT636CY-220M SRR7032-220M
CT636CY-330M SRR7032-330M
CT636CY-330M SRR7032-330M
CT636CY-3R3M SRR7032-3R3M
CT636CY-3R3M SRR7032-3R3M
CT636CY-470M SRR7032-470M
CT636CY-470M SRR7032-470M
CT636CY-4R7M SRR7032-4R7M
CT636CY-4R7M SRR7032-4R7M
CT636CY-680M SRR7032-680M
CT636CY-680M SRR7032-680M
CT636CY-6R8M SRR7032-6R8M
CT636CY-6R8M SRR7032-6R8M
CT646CY-100M SRR7045-100M
CT646CY-100M SRR7045-100M
CT646CY-101M SRR7045-101M
CT646CY-101M SRR7045-101M
CT646CY-150M SRR7045-150M
CT646CY-150M SRR7045-150M
CT646CY-151M SRR7045-151M
CT646CY-151M SRR7045-151M
CT646CY-220M SRR7045-220M
CT646CY-220M SRR7045-220M
CT646CY-221M SRR7045-221M
CT646CY-221M SRR7045-221M
CT646CY-330M SRR7045-330M
CT646CY-330M SRR7045-330M

z= K, M        y= J, K, M         x= J, K, M

* Physical equivalent. Electrical specs within 10% of competitor.
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Central Tech (CTI) Bourns
CTLL1608-22NJ CI160808-22NJ
CTLL1608-27NJ CI160808-27NJ
CTLL1608-2N2S CI160808-2N2D
CTLL1608-2N7S CI160808-2N7D
CTLL1608-33NJ CI160808-33NJ
CTLL1608-39NJ CI160808-39NJ
CTLL1608-3N3K CI160808-3N3D
CTLL1608-3N9K CI160808-3N9D
CTLL1608-47NJ CI160808-47NJ
CTLL1608-4N7K CI160808-4N7D
CTLL1608-56NJ CI160808-56NJ
CTLL1608-5N6K CI160808-5N6D
CTLL1608-68NJ CI160808-68NJ
CTLL1608-6N8J CI160808-6N8J
CTLL1608-82NJ CI160808-82NJ
CTLL1608-8N2J CI160808-8N2J
CTLL1608-R10J CI160808-R10J
CTLL2012-10NJ CI201210-10NJ
CTLL2012-12NJ CI201210-12NJ
CTLL2012-15NJ CI201210-15NJ
CTLL2012-18NJ CI201210-18NJ
CTLL2012-1N5S CI201210-1N5D
CTLL2012-1N8S CI201210-1N8D
CTLL2012-22NJ CI201210-22NJ
CTLL2012-27NJ CI201210-27NJ
CTLL2012-2N2S CI201210-2N2D
CTLL2012-2N7S CI201210-2N7D
CTLL2012-33NJ CI201210-33NJ
CTLL2012-39NJ CI201210-39NJ
CTLL2012-3N3K CI201210-3N3D
CTLL2012-3N9K CI201210-3N9D
CTLL2012-47NJ CI201210-47NJ
CTLL2012-4N7K CI201210-4N7D
CTLL2012-56NJ CI201210-56NJ
CTLL2012-5N6K CI201210-5N6D
CTLL2012-68NJ CI201210-68NJ
CTLL2012-6N8J CI201210-6N8J
CTLL2012-82NJ CI201210-82NJ
CTLL2012-8N2J CI201210-8N2J
CTLL2012-R10J CI201210-R10J
CTLL2012-R12J CI201210-R12J
CTLL2012-R15J CI201210-R15J
CTLL2012-R18J CI201210-R18J
CTLL2012-R22J CI201210-R22J
CTLL2012-R27J CI201210-R27J
CTLL2012-R33J CI201210-R33J
CTLL2012-R39J CI201210-R39J
CTLL2012-R47J CI201210-R47J
CTMC1812-100K CM453232-100K
CTMC1812-101K CM453232-101K
CTMC1812-102K CM453232-102K
CTMC1812-120K CM453232-120K
CTMC1812-121K CM453232-121K
CTMC1812-150K CM453232-150K
CTMC1812-151K CM453232-151K
CTMC1812-180K CM453232-180K
CTMC1812-181K CM453232-181K
CTMC1812-1R0K CM453232-1R0K
CTMC1812-1R2K CM453232-1R2K
CTMC1812-1R5K CM453232-1R5K
CTMC1812-1R8K CM453232-1R8K
CTMC1812-220K CM453232-220K
CTMC1812-221K CM453232-221K
CTMC1812-270K CM453232-270K
CTMC1812-271K CM453232-271K
CTMC1812-2R2K CM453232-2R2K
CTMC1812-2R7K CM453232-2R7K
CTMC1812-330K CM453232-330K
CTMC1812-331K CM453232-331K
CTMC1812-390K CM453232-390K
CTMC1812-391K CM453232-391K
CTMC1812-3R3K CM453232-3R3K
CTMC1812-3R9K CM453232-3R9K
CTMC1812-470K CM453232-470K
CTMC1812-471K CM453232-471K
CTMC1812-4R7K CM453232-4R7K
CTMC1812-560K CM453232-560K
CTMC1812-561K CM453232-561K
CTMC1812-5R6K CM453232-5R6K
CTMC1812-680K CM453232-680K
CTMC1812-681K CM453232-681K
CTMC1812-6R8K CM453232-6R8K
CTMC1812-820K CM453232-820K
CTMC1812-821K CM453232-821K
CTMC1812-8R2K CM453232-8R2K
CTMC1812-R10M CM453232-R10M
CTMC1812-R12M CM453232-R12M
CTMC1812-R15M CM453232-R15M
CTMC1812-R18M CM453232-R18M
CTMC1812-R22M CM453232-R22M
CTMC1812-R27M CM453232-R27M
CTMC1812-R33M CM453232-R33M
CTMC1812-R39M CM453232-R39M
CTMC1812-R47M CM453232-R47M
CTMC1812-R56M CM453232-R56M
CTMC1812-R68M CM453232-R68M

Central Tech (CTI) Bourns
CTMC1812-R82M CM453232-R82M
CTML0603-1R0K CS160808-1R0K
CTML0603-1R2K CS160808-1R2K
CTML0603-1R5K CS160808-1R5K
CTML0603-1R8K CS160808-1R8K
CTML0603-2R2K CS160808-2R2K
CTML0603-2R7K CS160808-2R7K
CTML0603-47NK CS160808-47NK
CTML0603-68NK CS160808-68NK
CTML0603-82NK CS160808-82NK
CTML0603-R10K CS160808-R10K
CTML0603-R12K CS160808-R12K
CTML0603-R15K CS160808-R15K
CTML0603-R18K CS160808-R18K
CTML0603-R22K CS160808-R22K
CTML0603-R27K CS160808-R27K
CTML0603-R33K CS160808-R33K
CTML0603-R39K CS160808-R39K
CTML0603-R47K CS160808-R47K
CTML0603-R56K CS160808-R56K
CTML0603-R68K CS160808-R68K
CTML0603-R82K CS160808-R82K
CTML0805-100K CS201212-100K
CTML0805-120K CS201212-120K
CTML0805-150K CS201212-150K
CTML0805-180K CS201212-180K
CTML0805-220K CS201212-220K
CTML0805-270K CS201212-270K
CTML0805-2R7K CS201212-2R7K
CTML0805-330K CS201212-330K
CTML0805-3R3K CS201212-3R3K
CTML0805-3R9K CS201212-3R9K
CTML0805-4R7K CS201212-4R7K
CTML0805-5R6K CS201212-5R6K
CTML0805-6R8K CS201212-6R8K
CTML0805-8R2K CS201212-8R2K
CTML1206-100K CS321613-100K
CTML1206-120K CS321613-120K
CTML1206-150K CS321613-150K
CTML1206-180K CS321613-180K
CTML1206-1R0K CS321613-1R0K
CTML1206-1R2K CS321613-1R2K
CTML1206-1R5K CS321613-1R5K
CTML1206-1R8K CS321613-1R8K
CTML1206-220K CS321613-220K
CTML1206-270K CS321613-270K
CTML1206-2R2K CS321613-2R2K
CTML1206-2R7K CS321613-2R7K
CTML1206-330K CS321613-330K
CTML1206-3R3K CS321613-3R3K
CTML1206-3R9K CS321613-3R9K
CTML1206-47NM CS321613-47NK
CTML1206-4R7K CS321613-4R7K
CTML1206-5R6K CS321613-5R6K
CTML1206-68NM CS321613-68NK
CTML1206-6R8K CS321613-6R8K
CTML1206-82NM CS321613-82NK
CTML1206-8R2K CS321613-8R2K
CTML1206-R10K CS321613-R10K
CTML1206-R12K CS321613-R12K
CTML1206-R15K CS321613-R15K
CTML1206-R18K CS321613-R18K
CTML1206-R22K CS321613-R22K
CTML1206-R27K CS321613-R27K
CTML1206-R33K CS321613-R33K
CTML1206-R39K CS321613-R39K
CTML1206-R47K CS321613-R47K
CTML1206-R56K CS321613-R56K
CTML1206-R68K CS321613-R68K
CTML1206-R82K CS321613-R82K

Chilisin Bourns
SCD03021-470 SDR0302-470K
SCD03021-471 SDR0302-471K
SCD03021-4R7 SDR0302-4R7M
SCD03021-560 SDR0302-560K
SCD03021-561 SDR0302-561K
SCD03021-5R6 SDR0302-5R6M
SCD03021-680 SDR0302-680K
SCD03021-681 SDR0302-681K
SCD03021-6R8 SDR0302-6R8M
SCD03021-820 SDR0302-820K
SCD03021-821 SDR0302-821K
SCD03021-8R2 SDR0302-8R2M

CoEv Bourns
DN8155-180M SDR0805-180M
DN8155-181K SDR0805-181K
DN8155-220M SDR0805-220M
DN8155-221K SDR0805-221K
DN8155-270K SDR0805-270K
DN8155-271K SDR0805-271K
DN8155-330K SDR0805-330K
DN8155-331K SDR0805-331K
DN8155-390K SDR0805-390K
DN8155-391K SDR0805-391K
DN8155-470K SDR0805-470K
DN8155-471K SDR0805-471K
DN8155-560K SDR0805-560K
DN8155-680K SDR0805-680K
DN8155-820K SDR0805-820K
DQ1280-100M SRR1208-100M
DQ1280-101M SRR1208-101Y
DQ1280-102M SRR1208-102K
DQ1280-120M SRR1208-120M
DQ1280-121M SRR1208-121Y
DQ1280-150M SRR1208-150M
DQ1280-151M SRR1208-151Y
DQ1280-180M SRR1208-180M
DQ1280-181M SRR1208-181Y
DQ1280-220M SRR1208-220M
DQ1280-221M SRR1208-221K
DQ1280-270M SRR1208-270M
DQ1280-271M SRR1208-271K
DQ1280-330M SRR1208-330Y
DQ1280-331M SRR1208-331K
DQ1280-390M SRR1208-390Y
DQ1280-391M SRR1208-391K
DQ1280-470M SRR1208-470Y
DQ1280-471M SRR1208-471K
DQ1280-560M SRR1208-560Y
DQ1280-561M SRR1208-561K
DQ1280-680M SRR1208-680Y
DQ1280-681M SRR1208-681K
DQ1280-820M SRR1208-820Y
DQ1280-821M SRR1208-821K
DQ6350-100M SRR0603-100M
DQ6350-101K SRR0603-101K
DQ6350-150M SRR0603-150M
DQ6350-151K SRR0603-151K
DQ6350-220M SRR0603-220M
DQ6350-221K SRR0603-221K
DQ6350-330K SRR0603-330K
DQ6350-331K SRR0603-331K
DQ6350-3R3M SRR0603-3R3M
DQ6350-470K SRR0603-470K
DQ6350-4R7M SRR0603-4R7M
DQ6350-680K SRR0603-680K
DQ6545-100M SRR0604-100M
DQ6545-101M SRR0604-101K
DQ6545-102M SRR0604-102K
DQ6545-150M SRR0604-150M
DQ6545-151M SRR0604-151K
DQ6545-220M SRR0604-220M
DQ6545-221M SRR0604-221K
DQ6545-330M SRR0604-330K
DQ6545-331M SRR0604-331K
DQ6545-470M SRR0604-470K
DQ6545-471M SRR0604-471K
DQ6545-680M SRR0604-680K
DQ6545-681M SRR0604-681K
DS1351-100M SRR1005-100M
DS1351-101M SRR1005-101K
DS1351-150M SRR1005-150M
DS1351-1R0M SRR1005-1R0M
DS1351-1R5M SRR1005-1R5M
DS1351-220M SRR1005-220Y
DS1351-2R2M SRR1005-2R2M
DS1351-330M SRR1005-330Y
DS1351-470M SRR1005-470Y
DS1351-4R7M SRR1005-4R7M
DS1351-680M SRR1005-680Y
DS1976-100M SRR1806-100M
DS1976-101M SRR1806-101M
DS1976-102M SRR1806-102M
DS1976-150M SRR1806-150M
DS1976-151M SRR1806-151M
DS1976-220M SRR1806-220M
DS1976-221M SRR1806-221M
DS1976-330M SRR1806-330M
DS1976-331M SRR1806-331M
DS1976-470M SRR1806-470M
DS1976-471M SRR1806-471M
DS1976-680M SRR1806-680M
DS1976-681M SRR1806-681M
DS6630-100M SRR6603-100M
DS6630-101M SRR6603-101M
DS6630-102M SRR6603-102M
DS6630-150M SRR6603-150M
DS6630-151M SRR6603-151M
DS6630-1R0M SRR6603-1R0M
DS6630-1R5M SRR6603-1R5M

CoEv Bourns
DS6630-221M SRR6603-221M
DS6630-2R2M SRR6603-2R2M
DS6630-330M SRR6603-330M
DS6630-331M SRR6603-331M
DS6630-3R3M SRR6603-3R3M
DS6630-470M SRR6603-470M
DS6630-471M SRR6603-471M
DS6630-4R7M SRR6603-4R7M
DS6630-680M SRR6603-680M
DS6630-681M SRR6603-681M
DS6630-6R8M SRR6603-6R8M
DU1352-100M SDR1005-100M
DU1352-101M SDR1005-101K
DU1352-102M SDR1005-102K
DU1352-150M SDR1005-150M
DU1352-151M SDR1005-151K
DU1352-1R0M SDR1005-1R0M
DU1352-1R5M SDR1005-1R5M
DU1352-220M SDR1005-220M
DU1352-221M SDR1005-221K
DU1352-2R5M SDR1005-2R5M
DU1352-330M SDR1005-330K
DU1352-331M SDR1005-331K
DU1352-3R3M SDR1005-3R3M
DU1352-470M SDR1005-470K
DU1352-471M SDR1005-471K
DU1352-4R7M SDR1005-4R7M
DU1352-680M SDR1005-680K
DU1352-681M SDR1005-681K
DU1352-6R8M SDR1005-6R8M
DU1971-100M SDR1806-100M
DU1971-101K SDR1806-101K
DU1971-102K SDR1806-102K
DU1971-150M SDR1806-150M
DU1971-151K SDR1806-151K
DU1971-1R0M SDR1806-1R0M
DU1971-220M SDR1806-220M
DU1971-221K SDR1806-221K
DU1971-2R2M SDR1806-2R2M
DU1971-330M SDR1806-330M
DU1971-331K SDR1806-331K
DU1971-3R3M SDR1806-3R3M
DU1971-470M SDR1806-470M
DU1971-471K SDR1806-471K
DU1971-5R6M SDR1806-5R6M
DU1971-680M SDR1806-680M
DU1971-681K SDR1806-681K
DU6629-100K SDR0703-100K
DU6629-101K SDR0703-101K
DU6629-102K SDR0703-102K
DU6629-150K SDR0703-150K
DU6629-151K SDR0703-151K
DU6629-1R0M SDR0703-1R0M
DU6629-220K SDR0703-220K
DU6629-221K SDR0703-221K
DU6629-2R2M SDR0703-2R2M
DU6629-330K SDR0703-330K
DU6629-331K SDR0703-331K
DU6629-3R3M SDR0703-3R3M
DU6629-470K SDR0703-470K
DU6629-471K SDR0703-471K
DU6629-4R7K SDR0703-4R7K
DU6629-5R6K SDR0703-5R6K
DU6629-680K SDR0703-680K
DU6629-681K SDR0703-681K
DU6629-6R8K SDR0703-6R8K

Coilcraft Bourns
0603CS-3N9XzBC CW160808-3N9D
0603CS-4N7XzBC CW160808-4N7D
0603CS-6N8XyBC CW160808-6N8J
0603CS-10NXxBC CW160808-10NJ
0603CS-12NXxBC CW160808-12NJ
0603CS-15NXxBC CW160808-15NJ
0603CS-18NXxBC CW160808-18NJ
0603CS-22NXxBC CW160808-22NJ
0603CS-27NXxBC CW160808-27NJ
0603CS-33NXxBC CW160808-33NJ
0603CS-39NXxBC CW160808-39NJ
0603CS-47NXxBC CW160808-47NJ
0603CS-56NXxBC CW160808-56NJ
0603CS-68NXxBC CW160808-68NJ
0603CS-82NXxBC CW160808-82NJ
*0603CS-R10XxBC CW160808-R10J
0603CS-R12XxBC CW160808-R12J
0603CS-R15XxBC CW160808-R15J
0603CS-R18XxBC CW160808-R18J
0603CS-R22XxBC CW160808-R22J
0603CS-R27XxBC CW160808-R27J

Coilcraft Bourns
0805CS-080XyBC CW201212-8N2J
0805CS-100XyBC CW201212-10NJ

CoEv Bourns
DH2280-100M SDR2207-100M
DH2280-101M SDR2207-101K
DH2280-150M SDR2207-150Y
DH2280-1R2M SDR2207-1R2M
DH2280-1R8M SDR2207-1R8M
DH2280-220M SDR2207-220Y
DH2280-330M SDR2207-330Y
DH2280-3R3M SDR2207-3R3M
DH2280-470M SDR2207-470K
DH2280-4R7M SDR2207-4R7M
DH2280-680M SDR2207-680K
DH2280-6R8M SDR2207-6R8M
DN1058-100M SDR1006-100M
DN1058-101K SDR1006-101K
DN1058-120M SDR1006-120M
DN1058-121K SDR1006-121K
DN1058-150M SDR1006-150M
DN1058-151K SDR1006-151K
DN1058-180M SDR1006-180M
DN1058-181K SDR1006-181K
DN1058-220M SDR1006-220M
DN1058-221K SDR1006-221K
DN1058-270K SDR1006-270K
DN1058-271K SDR1006-271K
DN1058-330K SDR1006-330K
DN1058-331K SDR1006-331K
DN1058-390K SDR1006-390K
DN1058-391K SDR1006-391K
DN1058-470K SDR1006-470K
DN1058-471K SDR1006-471K
DN1058-560K SDR1006-560K
DN1058-561K SDR1006-561K
DN1058-680K SDR1006-680K
DN1058-681K SDR1006-681K
DN1058-820K SDR1006-820K
DN1058-821K SDR1006-821K
DN4835-100M SDR0403-100M
DN4835-120M SDR0403-120M
DN4835-150M SDR0403-150M
DN4835-180M SDR0403-180M
DN4835-1R0M SDR0403-1R0M
DN4835-1R4M SDR0403-1R4M
DN4835-1R8M SDR0403-1R8M
DN4835-220M SDR0403-220M
DN4835-270K SDR0403-270K
DN4835-2R2M SDR0403-2R2M
DN4835-2R7M SDR0403-2R7M
DN4835-330K SDR0403-330K
DN4835-390K SDR0403-390K
DN4835-3R3M SDR0403-3R3M
DN4835-3R9M SDR0403-3R9M
DN4835-470K SDR0403-470K
DN4835-4R7M SDR0403-4R7M
DN4835-560K SDR0403-560K
DN4835-5R6M SDR0403-5R6M
DN4835-680K SDR0403-680K
DN4835-6R8M SDR0403-6R8M
DN4835-8R2M SDR0403-8R2M
DN6149-100M SDR0604-100M
DN6149-101K SDR0604-101K
DN6149-120M SDR0604-120M
DN6149-121K SDR0604-121K
DN6149-150Y SDR0604-150Y
DN6149-151K SDR0604-151K
DN6149-180Y SDR0604-180Y
DN6149-181K SDR0604-181K
DN6149-220Y SDR0604-220Y
DN6149-221K SDR0604-221K
DN6149-270Y SDR0604-270Y
DN6149-330K SDR0604-330K
DN6149-390K SDR0604-390K
DN6149-470K SDR0604-470K
DN6149-560K SDR0604-560K
DN6149-680K SDR0604-680K
DN6149-820K SDR0604-820K
DN8155-100M SDR0805-100M
DN8155-101K SDR0805-101K
DN8155-120M SDR0805-120M
DN8155-121K SDR0805-121K
DN8155-150M SDR0805-150M
DN8155-151K SDR0805-151K

Chilisin Bourns
SCD03021-100 SDR0302-100M
SCD03021-101 SDR0302-101K
SCD03021-102 SDR0302-102K
SCD03021-120 SDR0302-120M
SCD03021-121 SDR0302-121K
SCD03021-150 SDR0302-150M
SCD03021-151 SDR0302-151K
SCD03021-180 SDR0302-180M
SCD03021-181 SDR0302-181K
SCD03021-1R0 SDR0302-1R0M
SCD03021-1R8 SDR0302-1R8M
SCD03021-220 SDR0302-220M
SCD03021-221 SDR0302-221K
SCD03021-270 SDR0302-270M
SCD03021-271 SDR0302-271K
SCD03021-2R2 SDR0302-2R2M
SCD03021-2R7 SDR0302-2R7M
SCD03021-330 SDR0302-330K
SCD03021-331 SDR0302-331K
SCD03021-390 SDR0302-390K
SCD03021-391 SDR0302-391K
SCD03021-3R3 SDR0302-3R3M
SCD03021-3R9 SDR0302-3R9M

z= K, M     y= J, K, M     x= J, K

z= J, K        y= J, K       x = J

* Physical equivalent. Electrical specs within 10% of competitor.
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Coilcraft Bourns
0805CS-120XyBC CW201212-12NJ
0805CS-150XyBC CW201212-15NJ
0805CS-180XyBC CW201212-18NJ
0805CS-220XyBC CW201212-22NJ
0805CS-270XyBC CW201212-27NJ
0805CS-330XyBC CW201212-33NJ
0805CS-390XyBC CW201212-39NJ
0805CS-470XyBC CW201212-47NJ
0805CS-560XxBC CW201212-56NJ
0805CS-680XxBC CW201212-68NJ
0805CS-820XxBC CW201212-82NJ
0805CS-101XxBC CW201212-R10J
0805CS-121XxBC CW201212-R12J
0805CS-151XxBC CW201212-R15J
0805CS-181XxBC CW201212-R18J
0805CS-221XxBC CW201212-R22J
0805CS-271XxBC CW201212-R27J
0805CS-331XxBC CW201212-R33J
0805CS-391XxBC CW201212-R39J
0805CS-471XxBC CW201212-R47J

Coilcraft Bourns
0805HS-030TJBC CW201212-3N3J
0805HS-060TGBC CW201212-6N8G
0805HS-060TJBC CW201212-6N8J
0805HS-080TGBC CW201212-8N2G
0805HS-080TJBC CW201212-8N2J
0805HS-101TGBC CW201212-R10G
0805HS-101TJBC CW201212-R10J
0805HS-120TGBC CW201212-12NG
0805HS-120TJBC CW201212-12NJ
0805HS-121TGBC CW201212-R12G
0805HS-121TJBC CW201212-R12J
0805HS-150TGBC CW201212-15NG
0805HS-150TJBC CW201212-15NJ
0805HS-151TGBC CW201212-R15G
0805HS-151TJBC CW201212-R15J
0805HS-180TGBC CW201212-18NG
0805HS-180TJBC CW201212-18NJ
0805HS-181TGBC CW201212-R18G
0805HS-181TJBC CW201212-R18J
0805HS-220TGBC CW201212-22NG
0805HS-220TJBC CW201212-22NJ
0805HS-221TGBC CW201212-R22G
0805HS-221TJBC CW201212-R22J
0805HS-270TGBC CW201212-27NG
0805HS-270TJBC CW201212-27NJ
0805HS-271TGBC CW201212-R27G
0805HS-330TGBC CW201212-33NG
0805HS-330TJBC CW201212-33NJ
0805HS-390TGBC CW201212-39NG
0805HS-390TJBC CW201212-39NJ
0805HS-470TGBC CW201212-47NG
0805HS-470TJBC CW201212-47NJ
0805HS-560TGBC CW201212-56NG
0805HS-560TJBC CW201212-56NJ
0805HS-680TGBC CW201212-68NG
0805HS-680TJBC CW201212-68NJ
0805HS-820TGBC CW201212-82NG
0805HS-820TJBC CW201212-82NJ

Coilcraft Bourns
1008HS-100TJBC CW252016-10NJ
1008HS-100TKBC CW252016-10NK
1008HS-101TGBC CW252016-R10G
1008HS-101TJBC CW252016-R10J
1008HS-102TGBC CW252016-1R0G
1008HS-102TJBC CW252016-1R0J
1008HS-120TJBC CW252016-12NJ
1008HS-120TKBC CW252016-12NK
1008HS-121TGBC CW252016-R12G
1008HS-121TJBC CW252016-R12J
1008HS-150TJBC CW252016-15NJ
1008HS-150TKBC CW252016-15NK
1008HS-151TGBC CW252016-R15G
1008HS-151TJBC CW252016-R15J
1008HS-180TJBC CW252016-18NJ
1008HS-180TKBC CW252016-18NK
1008HS-181TGBC CW252016-R18G
1008HS-181TJBC CW252016-R18J
1008HS-220TJBC CW252016-22NJ
1008HS-220TKBC CW252016-22NK
1008HS-221TGBC CW252016-R22G
1008HS-221TJBC CW252016-R22J
1008HS-270TJBC CW252016-27NJ
1008HS-270TKBC CW252016-27NK
1008HS-271TGBC CW252016-R27G
1008HS-271TJBC CW252016-R27J
1008HS-330TJBC CW252016-33NJ
1008HS-330TKBC CW252016-33NK
1008HS-331TGBC CW252016-R33G
1008HS-331TJBC CW252016-R33J
1008HS-390TJBC CW252016-39NJ
1008HS-390TKBC CW252016-39NK
1008HS-391TGBC CW252016-R39G
1008HS-391TJBC CW252016-R39J
1008HS-470TKBC CW252016-47NK
1008HS-470TKBC CW252016-47NJ
1008HS-471TGBC CW252016-R47G
1008HS-471TJBC CW252016-R47J
1008HS-560TGBC CW252016-56NG
1008HS-560TJBC CW252016-56NJ
1008HS-561TGBC CW252016-R56G
1008HS-561TJBC CW252016-R56J
1008HS-680TGBC CW252016-68NG
1008HS-680TJBC CW252016-68NJ
1008HS-681TGBC CW252016-R68G
1008HS-681TJBC CW252016-R68J
1008HS-820TGBC CW252016-82NG
1008HS-820TJBC CW252016-82NJ
1008HS-821TGBC CW252016-R82G
1008HS-821TJBC CW252016-R82J
DO1608C-102 SDR0703-1R0M
DO1608C-222 SDR0703-2R2M
DO1608C-332 SDR0703-3R3M
DO1608C-472 SDR0703-4R7K
DO1608C-682 SDR0703-6R8K
DO1608C-103 SDR0703-100K
DO1608C-153 SDR0703-150K
DO1608C-223 SDR0703-220K
DO1608C-333 SDR0703-330K
DO1608C-473 SDR0703-470K
DO1608C-683 SDR0703-680K
DO1608C-104 SDR0703-101K
DO1608C-154 SDR0703-151K
DO1608C-224 SDR0703-221K
DO1608C-334 SDR0703-331K
DO1608C-474 SDR0703-471K
DO1608C-684 SDR0703-681K
DO1608C-105 SDR0703-102K
DO3316P-102 SDR1005-1R0M
DO3316P-152 SDR1005-1R5M
DO3316P-222 SDR1005-2R5M
DO3316P-332 SDR1005-3R3M
DO3316P-472 SDR1005-4R7M
DO3316P-682 SDR1005-6R8M
DO3316P-103 SDR1005-100M
DO3316P-153 SDR1005-150M
DO3316P-223 SDR1005-220M
DO3316P-333 SDR1005-330K
DO3316P-473 SDR1005-470K
DO3316P-683 SDR1005-680K
DO3316P-104 SDR1005-101K
DO3316P-154 SDR1005-151K
DO3316P-224 SDR1005-221K
DO3316P-334 SDR1005-331K
DO3316P-474 SDR1005-471K
DO3316P-684 SDR1005-681K
DO5022HC-102 SDR2207-R80M
DO5022HC-182 SDR2207-1R8M
DO5022HC-332 SDR2207-3R3M
DO5022HC-562 SDR2207-5R6M
DO5022HC-103 SDR2207-100M
DO5022HC-153 SDR2207-150Y
DO5022HC-223 SDR2207-220Y
DO5022HC-333 SDR2207-330Y
DO5022HC-473 SDR2207-470K
DO5022HC-683 SDR2207-680K

Coilcraft Bourns
DO5022HC-104 SDR2207-101K
DO5022P-102 SDR1806-1R0M
DO5022P-222 SDR1806-2R2M
DO5022P-332 SDR1806-3R3M
DO5022P-562 SDR1806-5R6M
DO5022P-103 SDR1806-100M
DO5022P-153 SDR1806-150M
DO5022P-223 SDR1806-220M
DO5022P-333 SDR1806-330M
DO5022P-473 SDR1806-470M
DO5022P-683 SDR1806-680M
DO5022P-104 SDR1806-101M
DO5022P-154 SDR1806-151M
DO5022P-224 SDR1806-221M
DO5022P-334 SDR1806-331M
DO5022P-474 SDR1806-471M
DO5022P-684 SDR1806-681M
DO5022P-105 SDR1806-102M
DS3316P-222 SRR1005-2R2M
DS3316P-472 SRR1005-4R7M
DS3316P-103 SRR1005-100M
DS3316P-153 SRR1005-150M
DS3316P-223 SRR1005-220Y
DS3316P-333 SRR1005-330Y
DS3316P-473 SRR1005-470Y
DS5022P-103 SRR1806-100M
DS5022P-153 SRR1806-150M
DS5022P-223 SRR1806-220M
DS5022P-333 SRR1806-330M
DS5022P-473 SRR1806-470M
DS5022P-683 SRR1806-680M
DS5022P-104 SRR1806-101M
DS5022P-154 SRR1806-151M
DS5022P-224 SRR1806-221M
DS5022P-334 SRR1806-331M
DS5022P-474 SRR1806-471M
DS5022P-684 SRR1806-681M
DS5022P-105 SRR1806-102M
DT1608C-102 SRR6603-1R0M
DT1608C-152 SRR6603-1R5M
DT1608C-222 SRR6603-2R2M
DT1608C-332 SRR6603-3R3M
DT1608C-472 SRR6603-4R7M
DT1608C-682 SRR6603-6R8M
DT1608C-103 SRR6603-100M
DT1608C-153 SRR6603-150M
DT1608C-333 SRR6603-330M
DT1608C-473 SRR6603-470M
DT1608C-683 SRR6603-680M
DT1608C-104 SRR6603-101M
DT1608C-154 SRR6603-151M
DT1608C-224 SRR6603-221M
DT1608C-334 SRR6603-331M
DT1608C-474 SRR6603-471M
DT1608C-684 SRR6603-681M
DT1608C-105 SRR6603-102M

Delta Bourns
0603CS-6N8EGTS CW160808-6N8G
0603CS-6N8EJTS CW160808-6N8J
0603CS-820EGTS CW160808-82NG
0603CS-820EJTS CW160808-82NJ
0603CS-8N2EGTS CW160808-8N2G
0603CS-8N2EJTS CW160808-8N2J
0805CS-100EGPS CW201212-10NG
0805CS-100EJPS CW201212-10NJ
0805CS-101EGPS CW201212-R10G
0805CS-101EJPS CW201212-R10J
0805CS-120EGPS CW201212-12NG
0805CS-120EJPS CW201212-12NJ
0805CS-121EGPS CW201212-R12G
0805CS-121EJPS CW201212-R12J
0805CS-150EGPS CW201212-15NG
0805CS-150EJPS CW201212-15NJ
0805CS-151EGPS CW201212-R15G
0805CS-151EJPS CW201212-R15J
0805CS-180EGPS CW201212-18NG
0805CS-180EJPS CW201212-18NJ
0805CS-181EGPS CW201212-R18G
0805CS-181EJPS CW201212-R18J
0805CS-220EGPS CW201212-22NG
0805CS-220EJPS CW201212-22NJ
0805CS-221EGPS CW201212-R22G
0805CS-221EJPS CW201212-R22J
0805CS-270EGPS CW201212-27NG
0805CS-270EJPS CW201212-27NJ
0805CS-271EGPS CW201212-R27G
0805CS-271EJPS CW201212-R27J
0805CS-330EGPS CW201212-33NG
0805CS-330EJPS CW201212-33NJ
0805CS-331EGPS CW201212-R33G
0805CS-331EJPS CW201212-R33J
0805CS-390EGPS CW201212-39NG
0805CS-390EJPS CW201212-39NJ
0805CS-391EGPS CW201212-R39G
0805CS-391EJPS CW201212-R39J
0805CS-3N3EJPS CW201212-3N3J
0805CS-470EGPS CW201212-47NG
0805CS-470EJPS CW201212-47NJ
0805CS-471EGPS CW201212-R47G
0805CS-471EJPS CW201212-R47J
0805CS-4N7EJPS CW201212-4N7J
0805CS-560EGPS CW201212-56NG
0805CS-560EJPS CW201212-56NJ
0805CS-561EGPS CW201212-R56G
0805CS-561EJPS CW201212-R56J
0805CS-680EGPS CW201212-68NG
0805CS-680EJPS CW201212-68NJ
0805CS-681EGPS CW201212-R68G
0805CS-681EJPS CW201212-R68J
0805CS-6N8EGPS CW201212-6N8G
0805CS-6N8EJPS CW201212-6N8J
0805CS-820EGPS CW201212-82NG
0805CS-820EJPS CW201212-82NJ
0805CS-821EGPS CW201212-R82G
0805CS-821EJPS CW201212-R82J
0805CS-8N2EGPS CW201212-8N2G
0805CS-8N2EJPS CW201212-8N2J
1008CS-100EJPS CW252016-10NJ
1008CS-100EKPS CW252016-10NK
1008CS-120EJPS CW252016-12NJ
1008CS-120EKPS CW252016-12NK
1008CS-150EJPS CW252016-15NJ
1008CS-150EKPS CW252016-15NK
1008CS-180EJPS CW252016-18NJ
1008CS-180EKPS CW252016-18NK
1008CS-1R0EGPS CW252016-1R0G
1008CS-1R0EJPS CW252016-1R0J
1008CS-1R2EGPS CW252016-1R2G
1008CS-1R2EJPS CW252016-1R2J
1008CS-1R5EGPS CW252016-1R5G
1008CS-1R5EJPS CW252016-1R5J
1008CS-1R8EGPS CW252016-1R8G
1008CS-1R8EJPS CW252016-1R8J
1008CS-220EJPS CW252016-22NJ
1008CS-220EKPS CW252016-22NK
1008CS-270EJPS CW252016-27NJ
1008CS-270EKPS CW252016-27NK
1008CS-2R2EGPS CW252016-2R2G
1008CS-2R2EJPS CW252016-2R2J
1008CS-2R7EGPS CW252016-2R7G
1008CS-2R7EJPS CW252016-2R7J
1008CS-330EJPS CW252016-33NJ
1008CS-330EKPS CW252016-33NK
1008CS-390EJPS CW252016-39NJ
1008CS-390EKPS CW252016-39NK
1008CS-3R3EGPS CW252016-3R3G
1008CS-3R3EJPS CW252016-3R3J
1008CS-3R9EGPS CW252016-3R9G
1008CS-3R9EJPS CW252016-3R9J
1008CS-470EKPS CW252016-47NK
1008CS-470EKPS CW252016-47NJ
1008CS-4R7EGPS CW252016-4R7G
1008CS-4R7EJPS CW252016-4R7J

Delta Bourns
1008CS-560EGPS CW252016-56NG
1008CS-560EJPS CW252016-56NJ
1008CS-680EGPS CW252016-68NG
1008CS-680EJPS CW252016-68NJ
1008CS-820EGPS CW252016-82NG
1008CS-820EJPS CW252016-82NJ
1008CS-R10EGPS CW252016-R10G
1008CS-R10EJPS CW252016-R10J
1008CS-R12EGPS CW252016-R12G
1008CS-R12EJPS CW252016-R12J
1008CS-R15EGPS CW252016-R15G
1008CS-R15EJPS CW252016-R15J
1008CS-R18EGPS CW252016-R18G
1008CS-R18EJPS CW252016-R18J
1008CS-R22EGPS CW252016-R22G
1008CS-R22EJPS CW252016-R22J
1008CS-R27EGPS CW252016-R27G
1008CS-R27EJPS CW252016-R27J
1008CS-R33EGPS CW252016-R33G
1008CS-R33EJPS CW252016-R33J
1008CS-R39EGPS CW252016-R39G
1008CS-R39EJPS CW252016-R39J
1008CS-R47EGPS CW252016-R47G
1008CS-R47EJPS CW252016-R47J
1008CS-R56EGPS CW252016-R56G
1008CS-R56EJPS CW252016-R56J
1008CS-R68EGPS CW252016-R68G
1008CS-R68EJPS CW252016-R68J
1008CS-R82EGPS CW252016-R82G
1008CS-R82EJPS CW252016-R82J
M 0603-1B10NJNT CI160808-10NJ
M 0603-1B12NJNT CI160808-12NJ
M 0603-1B15NJNT CI160808-15NJ
M 0603-1B18NJNT CI160808-18NJ
M 0603-1B1N0DNT CI160808-1N0D
M 0603-1B1N2DNT CI160808-1N2D
M 0603-1B1N5DNT CI160808-1N5D
M 0603-1B1N8DNT CI160808-1N8D
M 0603-1B22NJNT CI160808-22NJ
M 0603-1B27NJNT CI160808-27NJ
M 0603-1B2N2DNT CI160808-2N2D
M 0603-1B2N7DNT CI160808-2N7D
M 0603-1B33NJNT CI160808-33NJ
M 0603-1B39NJNT CI160808-39NJ
M 0603-1B3N3DNT CI160808-3N3D
M 0603-1B3N9DNT CI160808-3N9D
M 0603-1B47NJNT CI160808-47NJ
M 0603-1B4N7DNT CI160808-4N7D
M 0603-1B56NJNT CI160808-56NJ
M 0603-1B5N6DNT CI160808-5N6D
M 0603-1B68NJNT CI160808-68NJ
M 0603-1B6N8JNT CI160808-6N8J
M 0603-1B82NJNT CI160808-82NJ
M 0603-1B8N2JNT CI160808-8N2J
M 0603-1BR10JNT CI160808-R10J
M 0603-1BR12JNT CI160808-R12J
M 0603-1BR15JNT CI160808-R15J
M 0603-1BR18JNT CI160808-R18J
M 0603-1BR22JNT CI160808-R22J
M0402-1B10NJMT CI100505-10NJ
M0402-1B12NJMT CI100505-12NJ
M0402-1B15NJMT CI100505-15NJ
M0402-1B18NJMT CI100505-18NJ
M0402-1B1N0DMT CI100505-1N0D
M0402-1B1N2DMT CI100505-1N2D
M0402-1B1N5DMT CI100505-1N5D
M0402-1B1N8DMT CI100505-1N8D
M0402-1B22NJMT CI100505-22NJ
M0402-1B27NJMT CI100505-27NJ
M0402-1B2N2DMT CI100505-2N2D
M0402-1B2N7DMT CI100505-2N7D
M0402-1B33NJMT CI100505-33NJ
M0402-1B39NJMT CI100505-39NJ
M0402-1B3N3DMT CI100505-3N3D
M0402-1B3N9DMT CI100505-3N9D
M0402-1B47NJMT CI100505-47NJ
M0402-1B4N7DMT CI100505-4N7D
M0402-1B56NJMT CI100505-56NJ
M0402-1B5N6DMT CI100505-5N6D
M0402-1B68NJMT CI100505-68NJ
M0402-1B6N8JMT CI100505-6N8J
M0402-1B82NJMT CI100505-82NJ
M0402-1B8N2JMT CI100505-8N2J
M0402-1BR10JMT CI100505-R10J
M0805-1B10NJNT CI201210-10NJ
M0805-1B12NJNT CI201210-12NJ
M0805-1B15NJNT CI201210-15NJ
M0805-1B18NJNT CI201210-18NJ
M0805-1B1N2DNT CI201210-1N2D
M0805-1B1N5DNT CI201210-1N5D
M0805-1B1N8DNT CI201210-1N8D
M0805-1B22NJNT CI201210-22NJ
M0805-1B27NJNT CI201210-27NJ
M0805-1B2N2DNT CI201210-2N2D
M0805-1B2N7DNT CI201210-2N7D
M0805-1B33NJNT CI201210-33NJ

Delta Bourns
0603CS-100EGTS CW160808-10NG
0603CS-100EJTS CW160808-10NJ
0603CS-101EGTS CW160808-R10G
0603CS-101EJTS CW160808-R10J
0603CS-120EGTS CW160808-12NG
0603CS-120EJTS CW160808-12NJ
0603CS-121EGTS CW160808-R12G
0603CS-121EJTS CW160808-R12J
0603CS-150EGTS CW160808-15NG
0603CS-150EJTS CW160808-15NJ
0603CS-151EGTS CW160808-R15G
0603CS-151EJTS CW160808-R15J
0603CS-180EGTS CW160808-18NG
0603CS-180EJTS CW160808-18NJ
0603CS-181EGTS CW160808-R18G
0603CS-181EJTS CW160808-R18J
0603CS-1N8EKTS CW160808-1N8M
0603CS-220EGTS CW160808-22NG
0603CS-220EJTS CW160808-22NJ
0603CS-221EGTS CW160808-R22G
0603CS-221EJTS CW160808-R22J
0603CS-270EGTS CW160808-27NG
0603CS-270EJTS CW160808-27NJ
0603CS-271EGTS CW160808-R27G
0603CS-271EJTS CW160808-R27J
0603CS-330EGTS CW160808-33NG
0603CS-330EJTS CW160808-33NJ
0603CS-390EGTS CW160808-39NG
0603CS-390EJTS CW160808-39NJ
0603CS-3N9EKTS CW160808-3N9K
0603CS-470EGTS CW160808-47NG
0603CS-470EJTS CW160808-47NJ
0603CS-4N7EKTS CW160808-4N7K
0603CS-560EGTS CW160808-56NG
0603CS-560EJTS CW160808-56NJ
0603CS-680EGTS CW160808-68NG
0603CS-680EJTS CW160808-68NJ

Coilcraft Bourns
1008CS-100XzBC CW252016-10NK
1008CS-120XzBC CW252016-12NK
1008CS-150XzBC CW252016-15NK
1008CS-180XzBC CW252016-18NK
1008CS-220XzBC CW252016-22NK
1008CS-270XzBC CW252016-27NK
1008CS-330XzBC CW252016-33NK
1008CS-390XzBC CW252016-39NK
1008CS-470XzBC CW252016-47NK
1008CS-560XyBC CW252016-56NJ
1008CS-680XyBC CW252016-68NJ
1008CS-820XyBC CW252016-82NJ
1008CS-101XyBC CW252016-R10J
1008CS-121XyBC CW252016-R12J
1008CS-151XyBC CW252016-R15J
1008CS-181XyBC CW252016-R18J
1008CS-221XyBC CW252016-R22J
1008CS-271XyBC CW252016-R27J
1008CS-331XyBC CW252016-R33J
1008CS-391XyBC CW252016-R39J
1008CS-471XyBC CW252016-R47J
1008CS-561XyBC CW252016-R56J
1008CS-681XyBC CW252016-R68J
1008CS-821XyBC CW252016-R82J
1008CS-102XyBC CW252016-1R0J
1008CS-122XyBC CW252016-1R2J
1008CS-152XyBC CW252016-1R5J
1008CS-182XyBC CW252016-1R8J
1008CS-222XyBC CW252016-2R2J

z= K, M     y= J, K, M     x= J, K

z= K, M     y= J, K, M     x= J, K

* Physical equivalent. Electrical specs within 10% of competitor.
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Delta Bourns
M0805-1B39NJNT CI201210-39NJ
M0805-1B3N3DNT CI201210-3N3D
M0805-1B3N9DNT CI201210-3N9D
M0805-1B47NJNT CI201210-47NJ
M0805-1B4N7DNT CI201210-4N7D
M0805-1B56NJNT CI201210-56NJ
M0805-1B5N6DNT CI201210-5N6D
M0805-1B68NJNT CI201210-68NJ
M0805-1B6N8JNT CI201210-6N8J
M0805-1B82NJNT CI201210-82NJ
M0805-1B8N2JNT CI201210-8N2J
M0805-1BR10JNT CI201210-R10J
M0805-1BR12JNT CI201210-R12J
M0805-1BR15JNT CI201210-R15J
M0805-1BR18JNT CI201210-R18J
M0805-1BR22JNT CI201210-R22J
M0805-1BR27JNT CI201210-R27J
M0805-1BR33JNT CI201210-R33J
M0805-1BR39JNT CI201210-R39J
M0805-1BR47JNT CI201210-R47J
SI106-100 SDR1006-100M
SI106-101 SDR1006-101K
SI106-120 SDR1006-120M
SI106-121 SDR1006-121K
SI106-150 SDR1006-150M
SI106-151 SDR1006-151K
SI106-180 SDR1006-180M
SI106-181 SDR1006-181K
SI106-220 SDR1006-220M
SI106-221 SDR1006-221K
SI106-270 SDR1006-270K
SI106-271 SDR1006-271K
SI106-330 SDR1006-330K
SI106-331 SDR1006-331K
SI106-390 SDR1006-390K
SI106-391 SDR1006-391K
SI106-470 SDR1006-470K
SI106-471 SDR1006-471K
SI106-560 SDR1006-560K
SI106-561 SDR1006-561K
SI106-680 SDR1006-680K
SI106-681 SDR1006-681K
SI106-820 SDR1006-820K
SI106-821 SDR1006-821K
SI43-100 SDR0302-100M
SI43-101 SDR0302-101K
SI43-120 SDR0302-120M
SI43-150 SDR0302-150M
SI43-180 SDR0302-180M
SI43-1R0 SDR0302-1R0M
SI43-1R2 SDR0302-1R2M
SI43-1R5 SDR0302-1R5M
SI43-1R8 SDR0302-1R8M
SI43-220 SDR0302-220M
SI43-270 SDR0302-270M
SI43-2R2 SDR0302-2R2M
SI43-2R7 SDR0302-2R7M
SI43-330 SDR0302-330K
SI43-390 SDR0302-390K
SI43-3R3 SDR0302-3R3M
SI43-3R9 SDR0302-3R9M
SI43-470 SDR0302-470K
SI43-4R7 SDR0302-4R7M
SI43-560 SDR0302-560K
SI43-5R6 SDR0302-5R6M
SI43-680 SDR0302-680K
SI43-6R8 SDR0302-6R8M
SI43-820 SDR0302-820K
SI43-8R2 SDR0302-8R2M
SI54-100 SDR0403-100M
SI54-120 SDR0403-120M
SI54-150 SDR0403-150M
SI54-180 SDR0403-180M
SI54-1R0 SDR0403-1R0M
SI54-1R8 SDR0403-1R8M
SI54-220 SDR0403-220M
SI54-270 SDR0403-270K
SI54-2R2 SDR0403-2R2M
SI54-2R7 SDR0403-2R7M
SI54-330 SDR0403-330K
SI54-390 SDR0403-390K
SI54-3R3 SDR0403-3R3M
SI54-3R9 SDR0403-3R9M
SI54-470 SDR0403-470K
SI54-4R7 SDR0403-4R7M
SI54-560 SDR0403-560K
SI54-5R6 SDR0403-5R6M
SI54-680 SDR0403-680K
SI54-6R8 SDR0403-6R8M
SI54-8R2 SDR0403-8R2M
SI65-100 SDR0604-100M
SI65-101 SDR0604-101K
SI65-120 SDR0604-120M
SI65-121 SDR0604-121K
SI65-150 SDR0604-150Y
SI65-151 SDR0604-151K

Delta Bourns
SI65-180 SDR0604-180Y
SI65-181 SDR0604-181K
SI65-220 SDR0604-220Y
SI65-221 SDR0604-221K
SI65-270 SDR0604-270Y
SI65-330 SDR0604-330K
SI65-390 SDR0604-390K
SI65-470 SDR0604-470K
SI65-560 SDR0604-560K
SI65-680 SDR0604-680K
SI65-820 SDR0604-820K
SI85-100 SDR0805-100M
SI85-101 SDR0805-101K
SI85-120 SDR0805-120M
SI85-121 SDR0805-121K
SI85-150 SDR0805-150M
SI85-151 SDR0805-151K
SI85-180 SDR0805-180M
SI85-181 SDR0805-181K
SI85-220 SDR0805-220M
SI85-221 SDR0805-221K
SI85-270 SDR0805-270K
SI85-271 SDR0805-271K
SI85-330 SDR0805-330K
SI85-331 SDR0805-331K
SI85-390 SDR0805-390K
SI85-391 SDR0805-391K
SI85-470 SDR0805-470K
SI85-471 SDR0805-471K
SI85-560 SDR0805-560K
SI85-680 SDR0805-680K
SI85-820 SDR0805-820K
SIL104-100 SRU1038-100Y
SIL104-101 SRU1038-101Y
SIL104-150 SRU1038-150Y
SIL104-151 SRU1038-151Y
SIL104-1R5 SRU1038-1R5Y
SIL104-220 SRU1038-220Y
SIL104-221 SRU1038-221Y
SIL104-330 SRU1038-330Y
SIL104-331 SRU1038-331Y
SIL104-470 SRU1038-470Y
SIL104-680 SRU1038-680Y
SIL520-100 SRU5011-100Y
SIL520-101 SRU5011-101Y
SIL520-150 SRU5011-150Y
SIL520-220 SRU5011-220Y
SIL520-330 SRU5011-330Y
SIL520-470 SRU5011-470Y
SIL520-680 SRU5011-680Y
SIP106-100 SDR1006-100M
SIP106-101 SDR1006-101K
SIP106-120 SDR1006-120M
SIP106-121 SDR1006-121K
SIP106-150 SDR1006-150M
SIP106-151 SDR1006-151K
SIP106-180 SDR1006-180M
SIP106-181 SDR1006-181K
SIP106-220 SDR1006-220M
SIP106-221 SDR1006-221K
SIP106-270 SDR1006-270K
SIP106-271 SDR1006-271K
SIP106-330 SDR1006-330K
SIP106-331 SDR1006-331K
SIP106-390 SDR1006-390K
SIP106-391 SDR1006-391K
SIP106-470 SDR1006-470K
SIP106-471 SDR1006-471K
SIP106-560 SDR1006-560K
SIP106-561 SDR1006-561K
SIP106-680 SDR1006-680K
SIP106-681 SDR1006-681K
SIP106-820 SDR1006-820K
SIP106-821 SDR1006-821K
SIQ124-100 SRR1205-100M
SIQ124-100 SRR1240-100M
SIQ124-101 SRR1205-101K
SIQ124-101 SRR1240-101M
SIQ124-120 SRR1205-120M
SIQ124-121 SRR1205-121K
SIQ124-150 SRR1205-150M
SIQ124-150 SRR1240-150M
SIQ124-151 SRR1205-151K
SIQ124-180 SRR1205-180M
SIQ124-181 SRR1205-181K
SIQ124-220 SRR1205-220M
SIQ124-220 SRR1240-220M
SIQ124-221 SRR1205-221K
SIQ124-270 SRR1205-270M
SIQ124-271 SRR1205-271K
SIQ124-330 SRR1205-330M
SIQ124-330 SRR1240-330M
SIQ124-331 SRR1205-331K
SIQ124-390 SRR1205-390M
SIQ124-470 SRR1240-470M
SIQ124-4R7 SRR1240-4R7Y

Delta Bourns
SIQ124-500 SRR1205-500Y
SIQ124-560 SRR1205-560Y
SIQ124-680 SRR1205-680Y
SIQ124-680 SRR1240-680M
SIQ124-6R8 SRR1240-6R8M
SIQ124-750 SRR1205-750Y
SIQ125-100 SRR1206-100M
SIQ125-100 SRR1260-100M
SIQ125-101 SRR1206-101Y
SIQ125-101 SRR1260-101M
SIQ125-102 SRR1206-102K
SIQ125-120 SRR1206-120M
SIQ125-120 SRR1260-120M
SIQ125-121 SRR1206-121Y
SIQ125-150 SRR1206-150M
SIQ125-150 SRR1260-150M
SIQ125-151 SRR1206-151K
SIQ125-180 SRR1206-180M
SIQ125-180 SRR1260-180M
SIQ125-181 SRR1206-181K
SIQ125-220 SRR1206-220M
SIQ125-220 SRR1260-220M
SIQ125-221 SRR1206-221K
SIQ125-270 SRR1206-270M
SIQ125-270 SRR1260-270M
SIQ125-271 SRR1206-271K
SIQ125-330 SRR1206-330Y
SIQ125-330 SRR1260-330M
SIQ125-331 SRR1206-331K
SIQ125-390 SRR1206-390Y
SIQ125-390 SRR1260-390M
SIQ125-391 SRR1206-391K
SIQ125-470 SRR1206-470Y
SIQ125-470 SRR1260-470M
SIQ125-471 SRR1206-471K
SIQ125-560 SRR1206-560Y
SIQ125-560 SRR1260-560M
SIQ125-561 SRR1206-561K
SIQ125-680 SRR1206-680Y
SIQ125-680 SRR1260-680M
SIQ125-681 SRR1206-681K
SIQ125-7R5 SRR1206-7R5M
SIQ125-7R5 SRR1260-7R6Y
SIQ125-820 SRR1206-820Y
SIQ125-820 SRR1260-820M
SIQ125-821 SRR1206-821K
SIQ127-100 SRR1208-100M
SIQ127-101 SRR1208-101Y
SIQ127-102 SRR1208-102K
SIQ127-120 SRR1208-120M
SIQ127-121 SRR1208-121Y
SIQ127-150 SRR1208-150M
SIQ127-151 SRR1208-151Y
SIQ127-180 SRR1208-180M
SIQ127-181 SRR1208-181Y
SIQ127-220 SRR1208-220M
SIQ127-221 SRR1208-221K
SIQ127-270 SRR1208-270M
SIQ127-271 SRR1208-271K
SIQ127-330 SRR1208-330Y
SIQ127-331 SRR1208-331K
SIQ127-390 SRR1208-390Y
SIQ127-391 SRR1208-391K
SIQ127-470 SRR1208-470Y
SIQ127-471 SRR1208-471K
SIQ127-560 SRR1208-560Y
SIQ127-561 SRR1208-561K
SIQ127-680 SRR1208-680Y
SIQ127-681 SRR1208-681K
SIQ127-820 SRR1208-820Y
SIQ127-821 SRR1208-821K
SIQ65-100 SRR0604-100M
SIQ65-101 SRR0604-101K
SIQ65-102 SRR0604-102K
SIQ65-150 SRR0604-150M
SIQ65-151 SRR0604-151K
SIQ65-220 SRR0604-220M
SIQ65-221 SRR0604-221K
SIQ65-330 SRR0604-330K
SIQ65-331 SRR0604-331K
SIQ65-470 SRR0604-470K
SIQ65-471 SRR0604-471K
SIQ65-680 SRR0604-680K
SIQ65-681 SRR0604-681K
SIS136-100 SDR1806-100M
SIS136-101 SDR1806-101K
SIS136-102 SDR1806-102K
SIS136-150 SDR1806-150M
SIS136-151 SDR1806-151K
SIS136-1R0 SDR1806-1R0M
SIS136-220 SDR1806-220M
SIS136-221 SDR1806-221K
SIS136-2R2 SDR1806-2R2M
SIS136-330 SDR1806-330M
SIS136-331 SDR1806-331K
SIS136-3R3 SDR1806-3R3M

Delta Bourns
SIS136-470 SDR1806-470M
SIS136-471 SDR1806-471K
SIS136-5R6 SDR1806-5R6M
SIS136-680 SDR1806-680M
SIS136-681 SDR1806-681K
SIS85-100 SDR1005-100M
SIS85-101 SDR1005-101K
SIS85-102 SDR1005-102K
SIS85-150 SDR1005-150M
SIS85-151 SDR1005-151K
SIS85-1R0 SDR1005-1R0M
SIS85-1R5 SDR1005-1R5M
SIS85-220 SDR1005-220M
SIS85-221 SDR1005-221K
SIS85-330 SDR1005-330K
SIS85-331 SDR1005-331K
SIS85-3R3 SDR1005-3R3M
SIS85-470 SDR1005-470K
SIS85-471 SDR1005-471K
SIS85-4R7 SDR1005-4R7M
SIS85-680 SDR1005-680K
SIS85-681 SDR1005-681K
SIS85-6R8 SDR1005-6R8M
SIWC73-100 SRR7032-100M
SIWC73-101 SRR7032-101M
SIWC73-150 SRR7032-150M
SIWC73-220 SRR7032-220M
SIWC73-330 SRR7032-330M
SIWC73-3R3 SRR7032-3R3M
SIWC73-470 SRR7032-470M
SIWC73-4R7 SRR7032-4R7M
SIWC73-680 SRR7032-680M
SIWC73-6R8 SRR7032-6R8M
SIWC75-100 SRR7045-100M
SIWC75-101 SRR7045-101M
SIWC75-150 SRR7045-150M
SIWC75-151 SRR7045-151M
SIWC75-220 SRR7045-220M
SIWC75-221 SRR7045-221M
SIWC75-330 SRR7045-330M
SIWC75-331 SRR7045-331M
SIWC75-470 SRR7045-470M
SIWC75-471 SRR7045-471M
SIWC75-680 SRR7045-680M

Falco Bourns
DS0808 SRR1005-150M
DS0809 SRR1005-220Y
DS0810 SRR1005-330Y
DS0811 SRR1005-470Y
DS1301 SRR1806-100M
DS1302 SRR1806-150M
DS1303 SRR1806-220M
DS1304 SRR1806-330M
DS1305 SRR1806-470M
DS1306 SRR1806-680M
DS1307 SRR1806-101M
DS1308 SRR1806-151M
DS1309 SRR1806-221M
DS1311 SRR1806-331M
DS1311 SRR1806-471M
DS1312 SRR1806-681M
DS1313 SRR1806-102M
DS3003 SRR6603-1R0M
DS3005 SRR6603-6R8M
DS3006 SRR6603-100M
DS3007 SRR6603-150M
DS3009 SRR6603-1R5M
DS3010 SRR6603-2R2M
DS3011 SRR6603-3R3M
DS3012 SRR6603-4R7M
DS3013 SRR6603-330M
DS3014 SRR6603-470M
DS3015 SRR6603-680M
DS3016 SRR6603-101M
DS3017 SRR6603-151M
DS3018 SRR6603-221M
DS3019 SRR6603-331M
DS3020 SRR6603-471M
DS3021 SRR6603-681M
DS3022 SRR6603-102M
SD0502 SRR7032-100M
SD0504 SRR7032-150M
SD0506 SRR7032-220M
SD0508 SRR7032-330M
SD0510 SRR7032-470M
SD0702 SRR7045-220M
SD0703 SRR7045-100M
SD0705 SRR7045-150M
SD0708 SRR7045-330M
SD0710 SRR7045-470M
SD0711 SRR7045-101M
SD1001 SRR1260-100M
SD1002 SRR1260-150M
SD1003 SRR1260-4R7Y
SD1006 SRR1260-270M
SD1007 SRR1260-680M
SD1008 SRR1260-470M
SD1010 SRR1260-180M
SD1014 SRR1260-120M
SD1015 SRR1260-220M
SD1016 SRR1260-330M
SD1017 SRR1260-390M
SD1018 SRR1260-560M
SD1019 SRR1260-820M
SD1020 SRR1260-101M

Gowanda Bourns
SMP3316-101M SDR1005-1R0M
SMP3316-102M SDR1005-100M
SMP3316-103M SDR1005-101K
SMP3316-103M SDR1005-102K
SMP3316-151M SDR1005-1R5M
SMP3316-152M SDR1005-150M
SMP3316-153M SDR1005-151K
SMP3316-222M SDR1005-220M
SMP3316-223M SDR1005-221K
SMP3316-331M SDR1005-3R3M
SMP3316-332M SDR1005-330K
SMP3316-333M SDR1005-331K
SMP3316-471M SDR1005-4R7M
SMP3316-472M SDR1005-470K
SMP3316-473M SDR1005-471K
SMP3316-681M SDR1005-6R8M
SMP3316-682M SDR1005-680K
SMP3316-683M SDR1005-681K
SMP5022-102M SDR1806-100M
SMP5022-103M SDR1806-101K
SMP5022-104M SDR1806-102K
SMP5022-152M SDR1806-150M
SMP5022-153M SDR1806-151K
SMP5022-222M SDR1806-220M
SMP5022-223M SDR1806-221K
SMP5022-331M SDR1806-3R3M
SMP5022-332M SDR1806-330M
SMP5022-333M SDR1806-331K
SMP5022-472M SDR1806-470M
SMP5022-473M SDR1806-471K
SMP5022-561M SDR1806-5R6M
SMP5022-682M SDR1806-680M
SMP5022-683M SDR1806-681K

Fair Rite Bourns
250603300Y0 MT1608-300Y
2506031027Y0 MZ1608-102Y
2506033007Y1 MH1608-300Y
2506033317Y0 MU1608-301Y
2506036017Y0 MZ1608-601Y
2508051027Y0 MZ2029-102Y
2508051217Y0 MG2029-121Y
2508051527Y0 MG2029-152Y
2512061907Y1 MH3261-190Y
2512063017Y0 MG3261-301Y
2512063017Y0 MU3261-301Y
2512065007Y3 MH3261-500Y
2512066017Y0 MU3261-601Y
2512066017Y0 MZ3261-601Y
2518066007Y3 MH4516-600Y
2518121217Y6 MH4532-121Y
2518127007Y3 MH4532-700Y

Falco Bourns
D13021 SDR2207-6R8M
D13023 SDR2207-100M
D13024 SDR2207-150Y
DO3002 SDR0703-100K
DO3003 SDR0703-4R7K
DO3004 SDR0703-470K
DO3005 SDR0703-1R0M
DO3006 SDR0703-2R2M
DO3007 SDR0703-3R3M
DO3008 SDR0703-6R8K
DO3009 SDR0703-150K
DO3010 SDR0703-220K
DO3011 SDR0703-101K
DO3012 SDR0703-471K
DO3013 SDR0703-2R2K
DO8002 SDR1005-150M
DO8003 SDR1005-1R0M
DO8008 SDR1005-680K
DO8017 SDR1005-4R7M
DO8018 SDR1005-101K
DO8020 SDR1005-1R5M
DO8022 SDR1005-220M
DO8024 SDR1005-470K
DO8031 SDR1005-471K
DS0801 SRR1005-1R0M
DS0802 SRR1005-1R5M
DS0803 SRR1005-2R2M
DS0805 SRR1005-4R7M
DS0807 SRR1005-100M

* Physical equivalent. Electrical specs within 10% of competitor.



15

Inductor Supply Bourns
LC0603-100 CW160808-10NJ
LC0603-101 CW160808-R10J
LC0603-120 CW160808-12NJ
LC0603-121 CW160808-R12J
LC0603-150 CW160808-15NJ
LC0603-180 CW160808-18NJ
LC0603-1N8 CW160808-1N8M
LC0603-220 CW160808-22NJ
LC0603-270 CW160808-27NJ
LC0603-330 CW160808-33NJ
LC0603-390 CW160808-39NJ
LC0603-3N9 CW160808-3N9K
LC0603-470 CW160808-47NJ
LC0603-4N7 CW160808-4N7K
LC0603-560 CW160808-56NJ
LC0603-680 CW160808-68NJ
LC0603-6N8 CW160808-6N8J
LC0603-820 CW160808-82NJ
LC0603-8N2 CW160808-8N2J
LC0805-100 CW201212-10NJ
LC0805-101 CW201212-R10J
LC0805-120 CW201212-12NJ
LC0805-121 CW201212-R12J
LC0805-150 CW201212-15NJ
LC0805-151 CW201212-R15J
LC0805-180 CW201212-18NJ
LC0805-181 CW201212-R18J
LC0805-220 CW201212-22NJ
LC0805-221 CW201212-R22J
LC0805-270 CW201212-27NJ
LC0805-330 CW201212-33NJ
LC0805-390 CW201212-39NJ
LC0805-470 CW201212-47NJ
LC0805-560 CW201212-56NJ
LC0805-680 CW201212-68NJ
LC0805-6N8 CW201212-6N8J
LC0805-820 CW201212-82NJ
LC0805-8N2 CW201212-8N2J
LC125S-100M SRR1005-100M
LC125S-101M SRR1005-101K
LC125S-120M SRR1005-120M
LC125S-121M SRR1005-121K
LC125S-150M SRR1005-150M
LC125S-151M SRR1005-151K
LC125S-180M SRR1005-180Y
LC125S-181M SRR1005-181K
LC125S-220M SRR1005-220Y
LC125S-221M SRR1005-221K
LC125S-270M SRR1005-270Y
LC125S-271M SRR1005-271K
LC125S-330M SRR1005-330Y
LC125S-331M SRR1005-331K
LC125S-390M SRR1005-390Y
LC125S-391M SRR1005-391K
LC125S-470M SRR1005-470Y
LC125S-471M SRR1005-471K
LC125S-560M SRR1005-560Y
LC125S-561M SRR1005-561K
LC125S-680M SRR1005-680Y
LC125S-681M SRR1005-681K
LC125S-820M SRR1005-820Y
LC125S-821M SRR1005-821K
LC43-100K SDR0403-100K
LC43-120K SDR0403-120K
LC43-150K SDR0403-150K
LC43-180K SDR0403-180K
LC43-1R0K SDR0403-1R0K
LC43-1R4K SDR0403-1R4K
LC43-1R8K SDR0403-1R8K
LC43-220K SDR0403-220K
LC43-270K SDR0403-270K
LC43-2R2K SDR0403-2R2K
LC43-2R7K SDR0403-2R7K
LC43-330K SDR0403-330K
LC43-390K SDR0403-390K
LC43-3R3K SDR0403-3R3K
LC43-3R9K SDR0403-3R9K
LC43-470K SDR0403-470K
LC43-4R7K SDR0403-4R7K
LC43-560K SDR0403-560K
LC43-5R6K SDR0403-5R6K
LC43-680K SDR0403-680K
LC43-6R8K SDR0403-6R8K
LC43-8R2K SDR0403-8R2K
LC54-100K SDR0604-100K
LC54-101K SDR0604-101K
LC54-120K SDR0604-120K
LC54-121K SDR0604-121K
LC54-150K SDR0604-150K
LC54-151K SDR0604-151K
LC54-180K SDR0604-180K
LC54-181K SDR0604-181K
LC54-220K SDR0604-220K
LC54-221K SDR0604-221K
LC54-270K SDR0604-270K
LC54-330K SDR0604-330K

Inductor Supply Bourns
LC54-390K SDR0604-390K
LC54-470K SDR0604-470K
LC54-560K SDR0604-560K
LC54-680K SDR0604-680K
LC54-820K SDR0604-820K
LC75-100K SDR0805-100K
LC75-101K SDR0805-101K
LC75-120K SDR0805-120K
LC75-121K SDR0805-121K
LC75-150K SDR0805-150K
LC75-151K SDR0805-151K
LC75-180K SDR0805-180K
LC75-181K SDR0805-181K
LC75-220K SDR0805-220K
LC75-221K SDR0805-221K
LC75-270K SDR0805-270K
LC75-271K SDR0805-271K
LC75-330K SDR0805-330K
LC75-331K SDR0805-331K
LC75-390K SDR0805-390K
LC75-391K SDR0805-391K
LC75-470K SDR0805-470K
LC75-471K SDR0805-471K
LC75-560K SDR0805-560K
LC75-680K SDR0805-680K
LC75-820K SDR0805-820K
LCHF0402-10N CI100505-10NJ
LCHF0402-12N CI100505-12NJ
LCHF0402-15N CI100505-15NJ
LCHF0402-18N CI100505-18NJ
LCHF0402-1N0 CI100505-1N0D
LCHF0402-1N2 CI100505-1N2D
LCHF0402-1N5 CI100505-1N5D
LCHF0402-1N8 CI100505-1N8D
LCHF0402-22N CI100505-22NJ
LCHF0402-27N CI100505-27NJ
LCHF0402-2N2 CI100505-2N2D
LCHF0402-2N7 CI100505-2N7D
LCHF0402-33N CI100505-33NJ
LCHF0402-39N CI100505-39NJ
LCHF0402-3N3 CI100505-3N3D
LCHF0402-3N9 CI100505-3N9D
LCHF0402-47N CI100505-47NJ
LCHF0402-4N7 CI100505-4N7D
LCHF0402-56N CI100505-56NJ
LCHF0402-5N6 CI100505-5N6D
LCHF0402-6N8 CI100505-6N8J
LCHF0402-8N2 CI100505-8N2J
LCHF0603-10N CI160808-10NJ
LCHF0603-12N CI160808-12NJ
LCHF0603-15N CI160808-15NJ
LCHF0603-18N CI160808-18NJ
LCHF0603-1N2 CI160808-1N2D
LCHF0603-1N5 CI160808-1N5D
LCHF0603-1N8 CI160808-1N8D
LCHF0603-22N CI160808-22NJ
LCHF0603-27N CI160808-27NJ
LCHF0603-2N2 CI160808-2N2D
LCHF0603-2N7 CI160808-2N7D
LCHF0603-33N CI160808-33NJ
LCHF0603-39N CI160808-39NJ
LCHF0603-3N3 CI160808-3N3D
LCHF0603-3N9 CI160808-3N9D
LCHF0603-47N CI160808-47NJ
LCHF0603-4N7 CI160808-4N7D
LCHF0603-56N CI160808-56NJ
LCHF0603-5N6 CI160808-5N6D
LCHF0603-68N CI160808-68NJ
LCHF0603-6N8 CI160808-6N8J
LCHF0603-82N CI160808-82NJ
LCHF0603-8N2 CI160808-8N2J
LCHF0603-R10 CI160808-R10J
LCHF0805-10N CI201210-10NJ
LCHF0805-12N CI201210-12NJ
LCHF0805-15N CI201210-15NJ
LCHF0805-18N CI201210-18NJ
LCHF0805-1N5 CI201210-1N5D
LCHF0805-1N8 CI201210-1N8D
LCHF0805-22N CI201210-22NJ
LCHF0805-27N CI201210-27NJ
LCHF0805-2N2 CI201210-2N2D
LCHF0805-2N7 CI201210-2N7D
LCHF0805-33N CI201210-33NJ
LCHF0805-39N CI201210-39NJ
LCHF0805-3N3 CI201210-3N3D
LCHF0805-3N9 CI201210-3N9D
LCHF0805-47N CI201210-47NJ
LCHF0805-4N7 CI201210-4N7D
LCHF0805-56N CI201210-56NJ
LCHF0805-5N6 CI201210-5N6D
LCHF0805-68N CI201210-68NJ
LCHF0805-6N8 CI201210-6N8J
LCHF0805-82N CI201210-82NJ
LCHF0805-8N2 CI201210-8N2J
LCHF0805-R10 CI201210-R10J
LCHF0805-R12 CI201210-R12J

Inductor Supply Bourns
LCHF0805-R15 CI201210-R15J
LCHF0805-R18 CI201210-R18J
LCHF0805-R22 CI201210-R22J
LCHF0805-R27 CI201210-R27J
LCHF0805-R33 CI201210-R33J
LCHF0805-R39 CI201210-R39J
LCHF0805-R47 CI201210-R47J
LCM1812R-100K CM453232-100K
LCM1812R-101K CM453232-101K
LCM1812R-102K CM453232-102K
LCM1812R-120K CM453232-120K
LCM1812R-121K CM453232-121K
LCM1812R-150K CM453232-150K
LCM1812R-151K CM453232-151K
LCM1812R-180K CM453232-180K
LCM1812R-181K CM453232-181K
LCM1812R-1R0K CM453232-1R0K
LCM1812R-1R2K CM453232-1R2K
LCM1812R-1R5K CM453232-1R5K
LCM1812R-1R8K CM453232-1R8K
LCM1812R-220K CM453232-220K
LCM1812R-221K CM453232-221K
LCM1812R-270K CM453232-270K
LCM1812R-271K CM453232-271K
LCM1812R-2R2K CM453232-2R2K
LCM1812R-2R7K CM453232-2R7K
LCM1812R-330K CM453232-330K
LCM1812R-331K CM453232-331K
LCM1812R-390K CM453232-390K
LCM1812R-391K CM453232-391K
LCM1812R-3R3K CM453232-3R3K
LCM1812R-3R9K CM453232-3R9K
LCM1812R-470K CM453232-470K
LCM1812R-471K CM453232-471K
LCM1812R-4R7K CM453232-4R7K
LCM1812R-560K CM453232-560K
LCM1812R-561K CM453232-561K
LCM1812R-5R6K CM453232-5R6K
LCM1812R-680K CM453232-680K
LCM1812R-681K CM453232-681K
LCM1812R-6R8K CM453232-6R8K
LCM1812R-820K CM453232-820K
LCM1812R-821K CM453232-821K
LCM1812R-8R2K CM453232-8R2K
LCM1812R-R10M CM453232-R10M
LCM1812R-R12M CM453232-R12M
LCM1812R-R15M CM453232-R15M
LCM1812R-R18M CM453232-R18M
LCM1812R-R22M CM453232-R22M
LCM1812R-R27M CM453232-R27M
LCM1812R-R33M CM453232-R33M
LCM1812R-R39M CM453232-R39M
LCM1812R-R47M CM453232-R47M
LCM1812R-R56M CM453232-R56M
LCM1812R-R68M CM453232-R68M
LCM1812R-R82M CM453232-R82M
LCML0603-1R0K CS160808-1R0K
LCML0603-1R2K CS160808-1R2K
LCML0603-1R5K CS160808-1R5K
LCML0603-1R8K CS160808-1R8K
LCML0603-2R2K CS160808-2R2K
LCML0603-2R7K CS160808-2R7K
LCML0603-R047M CS160808-47NK
LCML0603-R068M CS160808-68NK
LCML0603-R082M CS160808-82NK
LCML0603-R10K CS160808-R10K
LCML0603-R12K CS160808-R12K
LCML0603-R15K CS160808-R15K
LCML0603-R18K CS160808-R18K
LCML0603-R22K CS160808-R22K
LCML0603-R27K CS160808-R27K
LCML0603-R33K CS160808-R33K
LCML0603-R39K CS160808-R39K
LCML0603-R47K CS160808-R47K
LCML0603-R56K CS160808-R56K
LCML0603-R68K CS160808-R68K
LCML0603-R82K CS160808-R82K
LCML0805-100K CS201212-100K
LCML0805-120K CS201212-120K
LCML0805-150K CS201212-150K
LCML0805-180K CS201212-180K
LCML0805-1R0K CS201212-1R0K
LCML0805-1R2K CS201212-1R2K
LCML0805-1R5K CS201212-1R5K
LCML0805-1R8K CS201212-1R8K
LCML0805-220K CS201212-220K
LCML0805-270K CS201212-270K
LCML0805-2R2K CS201212-2R2K
LCML0805-2R7K CS201212-2R7K
LCML0805-330K CS201212-330K
LCML0805-3R3K CS201212-3R3K
LCML0805-3R9K CS201212-3R9K
LCML0805-4R7K CS201212-4R7K
LCML0805-5R6K CS201212-5R6K
LCML0805-6R8K CS201212-6R8K
LCML0805-8R2K CS201212-8R2K

Inductor Supply Bourns
LCML0805-R047M CS201212-47NK
LCML0805-R068M CS201212-68NK
LCML0805-R082M CS201212-82NK
LCML0805-R10K CS201212-R10K
LCML0805-R12K CS201212-R12K
LCML0805-R15K CS201212-R15K
LCML0805-R18K CS201212-R18K
LCML0805-R22K CS201212-R22K
LCML0805-R27K CS201212-R27K
LCML0805-R33K CS201212-R33K
LCML0805-R39K CS201212-R39K
LCML0805-R47K CS201212-R47K
LCML0805-R56K CS201212-R56K
LCML0805-R68K CS201212-R68K
LCML0805-R82K CS201212-R82K
LCML1206-100K CS321613-100K
LCML1206-120K CS321613-120K
LCML1206-150K CS321613-150K
LCML1206-180K CS321613-180K
LCML1206-1R0K CS321613-1R0K
LCML1206-1R2K CS321613-1R2K
LCML1206-1R5K CS321613-1R5K
LCML1206-1R8K CS321613-1R8K
LCML1206-220K CS321613-220K
LCML1206-270K CS321613-270K
LCML1206-2R2K CS321613-2R2K
LCML1206-2R7K CS321613-2R7K
LCML1206-330K CS321613-330K
LCML1206-3R3K CS321613-3R3K
LCML1206-3R9K CS321613-3R9K
LCML1206-4R7K CS321613-4R7K
LCML1206-5R6K CS321613-5R6K
LCML1206-6R8K CS321613-6R8K
LCML1206-8R2K CS321613-8R2K
LCML1206-R047M CS321613-47NK
LCML1206-R068M CS321613-68NK
LCML1206-R10K CS321613-R10K
LCML1206-R12K CS321613-R12K
LCML1206-R15K CS321613-R15K
LCML1206-R18K CS321613-R18K
LCML1206-R22K CS321613-R22K
LCML1206-R27K CS321613-R27K
LCML1206-R33K CS321613-R33K
LCML1206-R39K CS321613-R39K
LCML1206-R47K CS321613-R47K
LCML1206-R56K CS321613-R56K
LCML1206-R68K CS321613-R68K
LCML1206-R82K CS321613-R82K
SPL1612-100M SDR0703-100K
SPL1612-101M SDR0703-101K
SPL1612-102M SDR0703-102K
SPL1612-150M SDR0703-150K
SPL1612-151M SDR0703-151K
SPL1612-1R0M SDR0703-1R0M
SPL1612-220M SDR0703-220K
SPL1612-221M SDR0703-221K
SPL1612-2R2M SDR0703-2R2M
SPL1612-330M SDR0703-330K
SPL1612-331M SDR0703-331K
SPL1612-3R3M SDR0703-3R3M
SPL1612-470M SDR0703-470K
SPL1612-471M SDR0703-471K
SPL1612-4R7M SDR0703-4R7K
SPL1612-680M SDR0703-680K
SPL1612-681M SDR0703-681K
SPL1612-6R8M SDR0703-6R8K
SPL3321-100M SDR1005-100M
SPL3321-101M SDR1005-101K
SPL3321-102M SDR1005-102K
SPL3321-150M SDR1005-150M
SPL3321-151M SDR1005-151K
SPL3321-1R0M SDR1005-1R0M
SPL3321-1R5M SDR1005-1R5M
SPL3321-220M SDR1005-220M
SPL3321-221M SDR1005-221K
SPL3321-2R5M SDR1005-2R5M
SPL3321-330M SDR1005-330K
SPL3321-331M SDR1005-331K
SPL3321-3R3M SDR1005-3R3M
SPL3321-470M SDR1005-470K
SPL3321-471M SDR1005-471K
SPL3321-4R7M SDR1005-4R7M
SPL3321-680M SDR1005-680K
SPL3321-681M SDR1005-681K
SPL3321-6R8M SDR1005-6R8M
SPL5028-100M SDR1806-100M
SPL5028-101M SDR1806-101K
SPL5028-102M SDR1806-102K
SPL5028-150M SDR1806-150M
SPL5028-151M SDR1806-151K
SPL5028-1R0M SDR1806-1R0M
SPL5028-220M SDR1806-220M
SPL5028-221M SDR1806-221K
SPL5028-2R2M SDR1806-2R2M
SPL5028-330M SDR1806-330M
SPL5028-331M SDR1806-331K

Inductor Supply Bourns
SPL5028-3R3M SDR1806-3R3M
SPL5028-470M SDR1806-470M
SPL5028-471M SDR1806-471K
SPL5028-5R6M SDR1806-5R6M
SPL5028-680M SDR1806-680M
SPL5028-681M SDR1806-681K
SSL1612-100M SRR6603-100M
SSL1612-101M SRR6603-101M
SSL1612-102M SRR6603-102M
SSL1612-150M SRR6603-150M
SSL1612-151M SRR6603-151M
SSL1612-1R0M SRR6603-1R0M
SSL1612-1R5M SRR6603-1R5M
SSL1612-221M SRR6603-221M
SSL1612-2R2M SRR6603-2R2M
SSL1612-330M SRR6603-330M
SSL1612-331M SRR6603-331M
SSL1612-3R3M SRR6603-3R3M
SSL1612-470M SRR6603-470M
SSL1612-471M SRR6603-471M
SSL1612-4R7M SRR6603-4R7M
SSL1612-680M SRR6603-680M
SSL1612-681M SRR6603-681M
SSL1612-6R8M SRR6603-6R8M
SSL5028-100M SRR1806-100M
SSL5028-101M SRR1806-101M
SSL5028-102M SRR1806-102M
SSL5028-150M SRR1806-150M
SSL5028-151M SRR1806-151M
SSL5028-220M SRR1806-220M
SSL5028-221M SRR1806-221M
SSL5028-330M SRR1806-330M
SSL5028-331M SRR1806-331M
SSL5028-470M SRR1806-470M
SSL5028-471M SRR1806-471M
SSL5028-680M SRR1806-680M
SSL5028-681M SRR1806-681M

I-Tech Bourns
523-1608-100M SDR0703-100K
523-1608-101M SDR0703-101K
523-1608-102M SDR0703-102K
523-1608-150M SDR0703-150K
523-1608-151M SDR0703-151K
523-1608-1R0M SDR0703-1R0M
523-1608-220M SDR0703-220K
523-1608-221M SDR0703-221K
523-1608-2R2M SDR0703-2R2M
523-1608-330M SDR0703-330K
523-1608-331M SDR0703-331K
523-1608-3R3M SDR0703-3R3M
523-1608-470M SDR0703-470K
523-1608-471M SDR0703-471K
523-1608-4R7M SDR0703-4R7K
523-1608-680M SDR0703-680K
523-1608-681M SDR0703-681K
523-1608-6R8M SDR0703-6R8K
523-3316-100M SDR1005-100M
523-3316-101M SDR1005-101K
523-3316-102M SDR1005-102K
523-3316-150M SDR1005-150M
523-3316-151M SDR1005-151K
523-3316-1R0M SDR1005-1R0M
523-3316-1R5M SDR1005-1R5M
523-3316-220M SDR1005-220M
523-3316-221M SDR1005-221K
523-3316-330M SDR1005-330K
523-3316-331M SDR1005-331K
523-3316-3R3M SDR1005-3R3M
523-3316-470M SDR1005-470K
523-3316-471M SDR1005-471K
523-3316-4R7M SDR1005-4R7M
523-3316-680M SDR1005-680K
523-3316-681M SDR1005-681K
523-3316-6R8M SDR1005-6R8M
523-5022-100M SDR1806-100M
523-5022-101M SDR1806-101K
523-5022-102M SDR1806-102K
523-5022-150M SDR1806-150M
523-5022-151M SDR1806-151K
523-5022-1R0M SDR1806-1R0M
523-5022-220M SDR1806-220M
523-5022-221M SDR1806-221K
523-5022-2R2M SDR1806-2R2M
523-5022-330M SDR1806-330M
523-5022-331M SDR1806-331K
523-5022-3R3M SDR1806-3R3M
523-5022-470M SDR1806-470M
523-5022-471M SDR1806-471K
523-5022-5R6M SDR1806-5R6M
523-5022-680M SDR1806-680M
523-5022-681M SDR1806-681K

* Physical equivalent. Electrical specs within 10% of competitor.
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Jantek Bourns
JCI 1608-1R0K CS160808-1R0K
JCI 1608-1R2K CS160808-1R2K
JCI 1608-1R5K CS160808-1R5K
JCI 1608-1R8K CS160808-1R8K
JCI 1608-2R2K CS160808-2R2K
JCI 1608-2R7K CS160808-2R7K
JCI 1608-47NK CS160808-47NK
JCI 1608-68NK CS160808-68NK
JCI 1608-82NK CS160808-82NK
JCI 1608-R10K CS160808-R10K
JCI 1608-R12K CS160808-R12K
JCI 1608-R15K CS160808-R15K
JCI 1608-R18K CS160808-R18K
JCI 1608-R22K CS160808-R22K
JCI 1608-R27K CS160808-R27K
JCI 1608-R33K CS160808-R33K
JCI 1608-R39K CS160808-R39K
JCI 1608-R47K CS160808-R47K
JCI 1608-R56K CS160808-R56K
JCI 1608-R68K CS160808-R68K
JCI 1608-R82K CS160808-R82K
JCI 2012-100K CS201212-100K
JCI 2012-120K CS201212-120K
JCI 2012-1R0K CS201212-1R0K
JCI 2012-1R2K CS201212-1R2K
JCI 2012-1R5K CS201212-1R5K
JCI 2012-1R8K CS201212-1R8K
JCI 2012-2R2K CS201212-2R2K
JCI 2012-2R7K CS201212-2R7K
JCI 2012-3R3K CS201212-3R3K
JCI 2012-3R9K CS201212-3R9K
JCI 2012-47NK CS201212-47NK
JCI 2012-4R7K CS201212-4R7K
JCI 2012-5R6K CS201212-5R6K
JCI 2012-68NK CS201212-68NK
JCI 2012-6R8K CS201212-6R8K
JCI 2012-82NK CS201212-82NK
JCI 2012-8R2K CS201212-8R2K
JCI 2012-R10K CS201212-R10K
JCI 2012-R12K CS201212-R12K
JCI 2012-R15K CS201212-R15K
JCI 2012-R18K CS201212-R18K
JCI 2012-R22K CS201212-R22K
JCI 2012-R27K CS201212-R27K
JCI 2012-R33K CS201212-R33K
JCI 2012-R39K CS201212-R39K
JCI 2012-R47K CS201212-R47K
JCI 2012-R56K CS201212-R56K
JCI 2012-R68K CS201212-R68K
JCI 2012-R82K CS201212-R82K
JCI 3216-100K CS321613-100K
JCI 3216-120K CS321613-120K
JCI 3216-1R0K CS321613-1R0K
JCI 3216-1R2K CS321613-1R2K
JCI 3216-1R5K CS321613-1R5K
JCI 3216-1R8K CS321613-1R8K
JCI 3216-2R2K CS321613-2R2K
JCI 3216-2R7K CS321613-2R7K
JCI 3216-3R3K CS321613-3R3K
JCI 3216-3R9K CS321613-3R9K
JCI 3216-47NK CS321613-47NK
JCI 3216-4R7K CS321613-4R7K
JCI 3216-5R6K CS321613-5R6K
JCI 3216-68NK CS321613-68NK
JCI 3216-6R8K CS321613-6R8K
JCI 3216-8R2K CS321613-8R2K
JCI 3216-R10K CS321613-R10K
JCI 3216-R12K CS321613-R12K
JCI 3216-R15K CS321613-R15K
JCI 3216-R18K CS321613-R18K
JCI 3216-R22K CS321613-R22K
JCI 3216-R27K CS321613-R27K
JCI 3216-R33K CS321613-R33K
JCI 3216-R39K CS321613-R39K
JCI 3216-R47K CS321613-R47K
JCI 3216-R56K CS321613-R56K
JCI 3216-R68K CS321613-R68K
JCI 3216-R82K CS321613-R82K
JCI-1608C-10NJ CI160808-10NJ
JCI-1608C-12NJ CI160808-12NJ
JCI-1608C-15NJ CI160808-15NJ
JCI-1608C-18NJ CI160808-18NJ
JCI-1608C-1N2S CI160808-1N2D
JCI-1608C-1N5S CI160808-1N5D
JCI-1608C-1N8S CI160808-1N8D
JCI-1608C-22NJ CI160808-22NJ
JCI-1608C-27NJ CI160808-27NJ
JCI-1608C-2N2S CI160808-2N2D
JCI-1608C-2N7S CI160808-2N7D
JCI-1608C-33NJ CI160808-33NJ
JCI-1608C-39NJ CI160808-39NJ
JCI-1608C-3N3J CI160808-3N3D
JCI-1608C-3N9J CI160808-3N9D
JCI-1608C-47NJ CI160808-47NJ
JCI-1608C-4N7J CI160808-4N7D
JCI-1608C-5N6J CI160808-5N6D

Jantek Bourns
JCI-1608C-6N8J CI160808-6N8J
JCI-1608C-8N2J CI160808-8N2J
JCI-2012C-10NJ CI201210-10NJ
JCI-2012C-12NJ CI201210-12NJ
JCI-2012C-15NJ CI201210-15NJ
JCI-2012C-18NJ CI201210-18NJ
JCI-2012C-1N5S CI201210-1N5D
JCI-2012C-1N8S CI201210-1N8D
JCI-2012C-22NJ CI201210-22NJ
JCI-2012C-27NJ CI201210-27NJ
JCI-2012C-2N2S CI201210-2N2D
JCI-2012C-2N7S CI201210-2N7D
JCI-2012C-33NJ CI201210-33NJ
JCI-2012C-39NJ CI201210-39NJ
JCI-2012C-3N3K CI201210-3N3D
JCI-2012C-3N9K CI201210-3N9D
JCI-2012C-47NJ CI201210-47NJ
JCI-2012C-4N7K CI201210-4N7D
JCI-2012C-56NJ CI201210-56NJ
JCI-2012C-5N6K CI201210-5N6D
JCI-2012C-68NJ CI201210-68NJ
JCI-2012C-6N8J CI201210-6N8J
JCI-2012C-82NJ CI201210-82NJ
JCI-2012C-8N2J CI201210-8N2J
JCI-2012C-R10J CI201210-R10J
JCI-2012C-R12J CI201210-R12J
JTP 1005-100K SDR1006-100K
JTP 1005-100M SDR1006-100M
JTP 1005-101J SDR1006-101J
JTP 1005-101K SDR1006-101K
JTP 1005-102J SDR1006-102J
JTP 1005-102K SDR1006-102K
JTP 1005-120K SDR1006-120K
JTP 1005-120M SDR1006-120M
JTP 1005-121J SDR1006-121J
JTP 1005-121K SDR1006-121K
JTP 1005-150K SDR1006-150K
JTP 1005-150M SDR1006-150M
JTP 1005-151J SDR1006-151J
JTP 1005-151K SDR1006-151K
JTP 1005-180K SDR1006-180K
JTP 1005-180M SDR1006-180M
JTP 1005-181J SDR1006-181J
JTP 1005-181K SDR1006-181K
JTP 1005-220K SDR1006-220K
JTP 1005-220M SDR1006-220M
JTP 1005-221J SDR1006-221J
JTP 1005-221K SDR1006-221K
JTP 1005-270J SDR1006-270J
JTP 1005-270K SDR1006-270K
JTP 1005-271J SDR1006-271J
JTP 1005-271K SDR1006-271K
JTP 1005-330J SDR1006-330J
JTP 1005-330K SDR1006-330K
JTP 1005-331J SDR1006-331J
JTP 1005-331K SDR1006-331K
JTP 1005-390J SDR1006-390J
JTP 1005-390K SDR1006-390K
JTP 1005-391J SDR1006-391J
JTP 1005-391K SDR1006-391K
JTP 1005-470J SDR1006-470J
JTP 1005-470K SDR1006-470K
JTP 1005-471J SDR1006-471J
JTP 1005-471K SDR1006-471K
JTP 1005-560J SDR1006-560J
JTP 1005-560K SDR1006-560K
JTP 1005-561J SDR1006-561J
JTP 1005-561K SDR1006-561K
JTP 1005-680J SDR1006-680J
JTP 1005-680K SDR1006-680K
JTP 1005-681J SDR1006-681J
JTP 1005-681K SDR1006-681K
JTP 1005-820J SDR1006-820J
JTP 1005-820K SDR1006-820K
JTP 1005-821J SDR1006-821J
JTP 1005-821K SDR1006-821K
JTP0403-100K SDR0403-100K
JTP0403-100M SDR0403-100M
JTP0403-101J SDR0403-101J
JTP0403-101K SDR0403-101K
JTP0403-120K SDR0403-120K
JTP0403-120M SDR0403-120M
JTP0403-121J SDR0403-121J
JTP0403-121K SDR0403-121K
JTP0403-150K SDR0403-150K
JTP0403-150M SDR0403-150M
JTP0403-151J SDR0403-151J
JTP0403-151K SDR0403-151K
JTP0403-180K SDR0403-180K
JTP0403-180M SDR0403-180M
JTP0403-181J SDR0403-181J
JTP0403-181K SDR0403-181K
JTP0403-1R0K SDR0403-1R0K
JTP0403-1R0M SDR0403-1R0M
JTP0403-1R4K SDR0403-1R4K
JTP0403-1R4M SDR0403-1R4M

Jantek Bourns
JTP0403-1R8K SDR0403-1R8K
JTP0403-1R8M SDR0403-1R8M
JTP0403-220K SDR0403-220K
JTP0403-220M SDR0403-220M
JTP0403-221J SDR0403-221J
JTP0403-221K SDR0403-221K
JTP0403-270J SDR0403-270J
JTP0403-270K SDR0403-270K
JTP0403-271J SDR0403-271J
JTP0403-271K SDR0403-271K
JTP0403-2R2K SDR0403-2R2K
JTP0403-2R2M SDR0403-2R2M
JTP0403-2R7K SDR0403-2R7K
JTP0403-2R7M SDR0403-2R7M
JTP0403-330J SDR0403-330J
JTP0403-330K SDR0403-330K
JTP0403-390J SDR0403-390J
JTP0403-390K SDR0403-390K
JTP0403-3R3K SDR0403-3R3K
JTP0403-3R3M SDR0403-3R3M
JTP0403-3R9K SDR0403-3R9K
JTP0403-3R9M SDR0403-3R9M
JTP0403-470J SDR0403-470J
JTP0403-470K SDR0403-470K
JTP0403-4R7K SDR0403-4R7K
JTP0403-4R7M SDR0403-4R7M
JTP0403-560J SDR0403-560J
JTP0403-560K SDR0403-560K
JTP0403-5R6K SDR0403-5R6K
JTP0403-5R6M SDR0403-5R6M
JTP0403-680J SDR0403-680J
JTP0403-680K SDR0403-680K
JTP0403-6R8K SDR0403-6R8K
JTP0403-6R8M SDR0403-6R8M
JTP0403-820J SDR0403-820J
JTP0403-820K SDR0403-820K
JTP0403-8R2K SDR0403-8R2K
JTP0403-8R2M SDR0403-8R2M
JTP0504-100K SDR0604-100K
JTP0504-100M SDR0604-100M
JTP0504-101J SDR0604-101J
JTP0504-101K SDR0604-101K
JTP0504-120K SDR0604-120K
JTP0504-120M SDR0604-120M
JTP0504-121J SDR0604-121J
JTP0504-121K SDR0604-121K
JTP0504-150K SDR0604-150K
JTP0504-150Y SDR0604-150Y
JTP0504-151J SDR0604-151J
JTP0504-151K SDR0604-151K
JTP0504-180K SDR0604-180K
JTP0504-180Y SDR0604-180Y
JTP0504-181J SDR0604-181J
JTP0504-181K SDR0604-181K
JTP0504-220K SDR0604-220K
JTP0504-220Y SDR0604-220Y
JTP0504-221J SDR0604-221J
JTP0504-221K SDR0604-221K
JTP0504-270K SDR0604-270K
JTP0504-270Y SDR0604-270Y
JTP0504-330J SDR0604-330J
JTP0504-330K SDR0604-330K
JTP0504-390J SDR0604-390J
JTP0504-390K SDR0604-390K
JTP0504-470J SDR0604-470J
JTP0504-470K SDR0604-470K
JTP0504-560J SDR0604-560J
JTP0504-560K SDR0604-560K
JTP0504-680J SDR0604-680J
JTP0504-680K SDR0604-680K
JTP0504-820J SDR0604-820J
JTP0504-820K SDR0604-820K
JTP0705-100K SDR0805-100K
JTP0705-100M SDR0805-100M
JTP0705-101J SDR0805-101J
JTP0705-101K SDR0805-101K
JTP0705-120K SDR0805-120K
JTP0705-120M SDR0805-120M
JTP0705-121J SDR0805-121J
JTP0705-121K SDR0805-121K
JTP0705-150K SDR0805-150K
JTP0705-150M SDR0805-150M
JTP0705-151J SDR0805-151J
JTP0705-151K SDR0805-151K
JTP0705-180K SDR0805-180K
JTP0705-180M SDR0805-180M
JTP0705-181J SDR0805-181J
JTP0705-181K SDR0805-181K
JTP0705-220K SDR0805-220K
JTP0705-220M SDR0805-220M
JTP0705-221J SDR0805-221J
JTP0705-221K SDR0805-221K
JTP0705-270J SDR0805-270J
JTP0705-270K SDR0805-270K
JTP0705-271J SDR0805-271J
JTP0705-271K SDR0805-271K

Jantek Bourns
JTP0705-330J SDR0805-330J
JTP0705-330K SDR0805-330K
JTP0705-331J SDR0805-331J
JTP0705-331K SDR0805-331K
JTP0705-390J SDR0805-390J
JTP0705-390K SDR0805-390K
JTP0705-391J SDR0805-391J
JTP0705-391K SDR0805-391K
JTP0705-470J SDR0805-470J
JTP0705-470K SDR0805-470K
JTP0705-471J SDR0805-471J
JTP0705-471K SDR0805-471K
JTP0705-560J SDR0805-560J
JTP0705-560K SDR0805-560K
JTP0705-680J SDR0805-680J
JTP0705-680K SDR0805-680K
JTP0705-820J SDR0805-820J
JTP0705-820K SDR0805-820K
JWI 0603C-10NJ CW160808-10NJ
JWI 0603C-12NJ CW160808-12NJ
JWI 0603C-15NJ CW160808-15NJ
JWI 0603C-18NJ CW160808-18NJ
JWI 0603C-1N8D CW160808-1N8M
JWI 0603C-22NJ CW160808-22NJ
JWI 0603C-27NJ CW160808-27NJ
JWI 0603C-33NJ CW160808-33NJ
JWI 0603C-39NJ CW160808-39NJ
JWI 0603C-47NJ CW160808-47NJ
JWI 0603C-56NJ CW160808-56NJ
JWI 0603C-68NJ CW160808-68NJ
JWI 0603C-6N8J CW160808-6N8J
JWI 0603C-82NJ CW160808-82NJ
JWI 0603C-8N2J CW160808-8N2J
JWI 0603C-R10J CW160808-R10J
JWI 0805C-10NG CW201212-10NG
JWI 0805C-10NJ CW201212-10NJ
JWI 0805C-12NG CW201212-12NG
JWI 0805C-12NJ CW201212-12NJ
JWI 0805C-15NG CW201212-15NG
JWI 0805C-15NJ CW201212-15NJ
JWI 0805C-18NG CW201212-18NG
JWI 0805C-18NJ CW201212-18NJ
JWI 0805C-22NG CW201212-22NG
JWI 0805C-22NJ CW201212-22NJ
JWI 0805C-27NG CW201212-27NG
JWI 0805C-27NJ CW201212-27NJ
JWI 0805C-2N2J CW201212-2N2J
JWI 0805C-33NG CW201212-33NG
JWI 0805C-33NJ CW201212-33NJ
JWI 0805C-39NG CW201212-39NG
JWI 0805C-39NJ CW201212-39NJ
JWI 0805C-3N3J CW201212-3N3J
JWI 0805C-47NG CW201212-47NG
JWI 0805C-47NJ CW201212-47NJ
JWI 0805C-4N7J CW201212-4N7J
JWI 0805C-56NG CW201212-56NG
JWI 0805C-56NJ CW201212-56NJ
JWI 0805C-68NG CW201212-68NG
JWI 0805C-68NJ CW201212-68NJ
JWI 0805C-6N8G CW201212-6N8G
JWI 0805C-6N8J CW201212-6N8J
JWI 0805C-82NG CW201212-82NG
JWI 0805C-82NJ CW201212-82NJ
JWI 0805C-8N2G CW201212-8N2G
JWI 0805C-8N2J CW201212-8N2J
JWI 0805C-R10G CW201212-R10G
JWI 0805C-R10J CW201212-R10J
JWI 0805C-R12G CW201212-R12G
JWI 0805C-R12J CW201212-R12J
JWI 0805C-R15G CW201212-R15G
JWI 0805C-R15J CW201212-R15J
JWI 0805C-R18G CW201212-R18G
JWI 0805C-R18J CW201212-R18J
JWI 0805C-R22G CW201212-R22G
JWI 0805C-R22J CW201212-R22J
JWI 1008C-10NJ CW252016-10NJ
JWI 1008C-10NK CW252016-10NK
JWI 1008C-12NJ CW252016-12NJ
JWI 1008C-12NK CW252016-12NK
JWI 1008C-15NJ CW252016-15NJ
JWI 1008C-15NK CW252016-15NK
JWI 1008C-18NJ CW252016-18NJ
JWI 1008C-18NK CW252016-18NK
JWI 1008C-1R0G CW252016-1R0G
JWI 1008C-1R0J CW252016-1R0J
JWI 1008C-1R2G CW252016-1R2G
JWI 1008C-1R2J CW252016-1R2J
JWI 1008C-1R5G CW252016-1R5G
JWI 1008C-1R5J CW252016-1R5J
JWI 1008C-1R8G CW252016-1R8G
JWI 1008C-1R8J CW252016-1R8J
JWI 1008C-22NJ CW252016-22NJ
JWI 1008C-22NK CW252016-22NK
JWI 1008C-27NJ CW252016-27NJ
JWI 1008C-27NK CW252016-27NK
JWI 1008C-2R2G CW252016-2R2G

Jantek Bourns
JWI 1008C-2R2J CW252016-2R2J
JWI 1008C-2R7G CW252016-2R7G
JWI 1008C-2R7J CW252016-2R7J
JWI 1008C-33NJ CW252016-33NJ
JWI 1008C-33NK CW252016-33NK
JWI 1008C-39NJ CW252016-39NJ
JWI 1008C-39NK CW252016-39NK
JWI 1008C-3R3G CW252016-3R3G
JWI 1008C-3R3J CW252016-3R3J
JWI 1008C-3R9G CW252016-3R9G
JWI 1008C-3R9J CW252016-3R9J
JWI 1008C-47NK CW252016-47NK
JWI 1008C-47NK CW252016-47NJ
JWI 1008C-4R7G CW252016-4R7G
JWI 1008C-4R7J CW252016-4R7J
JWI 1008C-56NG CW252016-56NG
JWI 1008C-56NJ CW252016-56NJ
JWI 1008C-68NG CW252016-68NG
JWI 1008C-68NJ CW252016-68NJ
JWI 1008C-82NG CW252016-82NG
JWI 1008C-82NJ CW252016-82NJ
JWI 1008C-R10G CW252016-R10G
JWI 1008C-R10J CW252016-R10J
JWI 1008C-R12G CW252016-R12G
JWI 1008C-R12J CW252016-R12J
JWI 1008C-R15G CW252016-R15G
JWI 1008C-R15J CW252016-R15J
JWI 1008C-R18G CW252016-R18G
JWI 1008C-R18J CW252016-R18J
JWI 1008C-R22G CW252016-R22G
JWI 1008C-R22J CW252016-R22J
JWI 1008C-R27G CW252016-R27G
JWI 1008C-R27J CW252016-R27J
JWI 1008C-R33G CW252016-R33G
JWI 1008C-R33J CW252016-R33J
JWI 1008C-R39G CW252016-R39G
JWI 1008C-R39J CW252016-R39J
JWI 1008C-R47G CW252016-R47G
JWI 1008C-R47J CW252016-R47J
JWI 1008C-R56G CW252016-R56G
JWI 1008C-R56J CW252016-R56J
JWI 1008C-R68G CW252016-R68G
JWI 1008C-R68J CW252016-R68J
JWI 1008C-R82G CW252016-R82G
JWI 1008C-R82J CW252016-R82J
JWI 322522-100K CM322522-100K
JWI 322522-101K CM322522-101K
JWI 322522-120K CM322522-120K
JWI 322522-121K CM322522-121K
JWI 322522-150K CM322522-150K
JWI 322522-151K CM322522-151K
JWI 322522-180K CM322522-180K
JWI 322522-181K CM322522-181K
JWI 322522-1R0M CM322522-1R0K
JWI 322522-1R2M CM322522-1R2K
JWI 322522-1R5M CM322522-1R5K
JWI 322522-1R8M CM322522-1R8K
JWI 322522-220K CM322522-220K
JWI 322522-221K CM322522-221K
JWI 322522-270K CM322522-270K
JWI 322522-2R2M CM322522-2R2K
JWI 322522-2R7M CM322522-2R7K
JWI 322522-330K CM322522-330K
JWI 322522-390K CM322522-390K
JWI 322522-3R3K CM322522-3R3K
JWI 322522-3R9K CM322522-3R9K
JWI 322522-470K CM322522-470K
JWI 322522-4R7K CM322522-4R7K
JWI 322522-560K CM322522-560K
JWI 322522-5R6K CM322522-5R6K
JWI 322522-680K CM322522-680K
JWI 322522-6R8K CM322522-6R8K
JWI 322522-820K CM322522-820K
JWI 322522-8R2K CM322522-8R2K
JWI 322522-R12M CM322522-R12M
JWI 322522-R15M CM322522-R15M
JWI 322522-R18M CM322522-R18M
JWI 322522-R22M CM322522-R22M
JWI 322522-R27M CM322522-R27M
JWI 322522-R33M CM322522-R33M
JWI 322522-R39M CM322522-R39M
JWI 322522-R47M CM322522-R47M
JWI 322522-R56M CM322522-R56M
JWI 322522-R68M CM322522-R68M
JWI 322522-R82M CM322522-R82M
JWI 453232-100K CM453232-100K
JWI 453232-101K CM453232-101K
JWI 453232-102K CM453232-102K
JWI 453232-120K CM453232-120K
JWI 453232-121K CM453232-121K
JWI 453232-150K CM453232-150K
JWI 453232-151K CM453232-151K
JWI 453232-180K CM453232-180K
JWI 453232-181K CM453232-181K
JWI 453232-1R0K CM453232-1R0K
JWI 453232-1R2K CM453232-1R2K

* Physical equivalent. Electrical specs within 10% of competitor.
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JWI 453232-1R5K CM453232-1R5K
JWI 453232-1R8K CM453232-1R8K
JWI 453232-220K CM453232-220K
JWI 453232-221K CM453232-221K
JWI 453232-270K CM453232-270K
JWI 453232-271K CM453232-271K
JWI 453232-2R2K CM453232-2R2K
JWI 453232-2R7K CM453232-2R7K
JWI 453232-330K CM453232-330K
JWI 453232-331K CM453232-331K
JWI 453232-390K CM453232-390K
JWI 453232-391K CM453232-391K
JWI 453232-3R3K CM453232-3R3K
JWI 453232-3R9K CM453232-3R9K
JWI 453232-470K CM453232-470K
JWI 453232-471K CM453232-471K
JWI 453232-4R7K CM453232-4R7K
JWI 453232-560K CM453232-560K
JWI 453232-561K CM453232-561K
JWI 453232-5R6K CM453232-5R6K
JWI 453232-680K CM453232-680K
JWI 453232-681K CM453232-681K
JWI 453232-6R8K CM453232-6R8K
JWI 453232-820K CM453232-820K
JWI 453232-821K CM453232-821K
JWI 453232-8R2K CM453232-8R2K
JWI 453232-R10M CM453232-R10M
JWI 453232-R12M CM453232-R12M
JWI 453232-R15M CM453232-R15M
JWI 453232-R18M CM453232-R18M
JWI 453232-R22M CM453232-R22M
JWI 453232-R27M CM453232-R27M
JWI 453232-R33M CM453232-R33M
JWI 453232-R39M CM453232-R39M
JWI 453232-R47M CM453232-R47M
JWI 453232-R56M CM453232-R56M
JWI 453232-R68M CM453232-R68M
JWI 453232-R82M CM453232-R82M

Jaro Bourns
HFC-2012C-6N8J CW201212-6N8J
HFC-2012C-82NJ CW201212-82NJ
HFC-2012C-8N2J CW201212-8N2J
HFC-2012C-R10J CW201212-R10J
HFC-2012C-R12J CW201212-R12J
HFC-2012C-R15J CW201212-R15J
HFC-2012C-R18J CW201212-R18J
HFC-2012C-R22J CW201212-R22J
HFC-2012C-R27J CW201212-R27J
HFC-2012C-R33J CW201212-R33J
HFC-2012C-R39J CW201212-R39J
HFC-2520-10NJ CW252016-10NJ
HFC-2520-10NK CW252016-10NK
HFC-2520-12NJ CW252016-12NJ
HFC-2520-12NK CW252016-12NK
HFC-2520-15NJ CW252016-15NJ
HFC-2520-15NK CW252016-15NK
HFC-2520-18NJ CW252016-18NJ
HFC-2520-18NK CW252016-18NK
HFC-2520-1R0J CW252016-1R0J
HFC-2520-1R2J CW252016-1R2J
HFC-2520-1R5J CW252016-1R5J
HFC-2520-1R8J CW252016-1R8J
HFC-2520-22NJ CW252016-22NJ
HFC-2520-22NK CW252016-22NK
HFC-2520-27NJ CW252016-27NJ
HFC-2520-27NK CW252016-27NK
HFC-2520-2R2J CW252016-2R2J
HFC-2520-2R7J CW252016-2R7J
HFC-2520-33NJ CW252016-33NJ
HFC-2520-33NK CW252016-33NK
HFC-2520-39NJ CW252016-39NJ
HFC-2520-39NK CW252016-39NK
HFC-2520-3R3J CW252016-3R3J
HFC-2520-3R9J CW252016-3R9J
HFC-2520-47NJ CW252016-47NJ
HFC-2520-47NK CW252016-47NK
HFC-2520-4R7J CW252016-4R7J
HFC-2520-56NJ CW252016-56NJ
HFC-2520-68NJ CW252016-68NJ
HFC-2520-82NJ CW252016-82NJ
HFC-2520-R10J CW252016-R10J
HFC-2520-R12J CW252016-R12J
HFC-2520-R15J CW252016-R15J
HFC-2520-R18J CW252016-R18J
HFC-2520-R22J CW252016-R22J
HFC-2520-R27J CW252016-R27J
HFC-2520-R33J CW252016-R33J
HFC-2520-R39J CW252016-R39J
HFC-2520-R47J CW252016-R47J
HFC-2520-R56J CW252016-R56J
HFC-2520-R68J CW252016-R68J
HFC-2520-R82J CW252016-R82J
HFI-100505-10NJ CI100505-10NJ
HFI-100505-12NJ CI100505-12NJ
HFI-100505-15NJ CI100505-15NJ
HFI-100505-18NJ CI100505-18NJ
HFI-100505-1N0S CI100505-1N0D
HFI-100505-1N2S CI100505-1N2D
HFI-100505-1N5S CI100505-1N5D
HFI-100505-1N8S CI100505-1N8D
HFI-100505-22NJ CI100505-22NJ
HFI-100505-27NJ CI100505-27NJ
HFI-100505-2N2S CI100505-2N2D
HFI-100505-2N7S CI100505-2N7D
HFI-100505-33NJ CI100505-33NJ
HFI-100505-39NJ CI100505-39NJ
HFI-100505-3N3S CI100505-3N3D
HFI-100505-3N9S CI100505-3N9D
HFI-100505-47NJ CI100505-47NJ
HFI-100505-4N7S CI100505-4N7D
HFI-100505-56NJ CI100505-56NJ
HFI-100505-5N6S CI100505-5N6D
HFI-100505-68NJ CI100505-68NJ
HFI-100505-6N8J CI100505-6N8J
HFI-100505-82NJ CI100505-82NJ
HFI-100505-8N2J CI100505-8N2J
HFI-100505-R10J CI100505-R10J
HFI-201209-10NJ CI201210-10NJ
HFI-201209-12NJ CI201210-12NJ
HFI-201209-15NJ CI201210-15NJ
HFI-201209-18NJ CI201210-18NJ
HFI-201209-1N5S CI201210-1N5D
HFI-201209-1N8S CI201210-1N8D
HFI-201209-22NJ CI201210-22NJ
HFI-201209-27NJ CI201210-27NJ
HFI-201209-2N2S CI201210-2N2D
HFI-201209-2N7S CI201210-2N7D
HFI-201209-33NJ CI201210-33NJ
HFI-201209-39NJ CI201210-39NJ
HFI-201209-3N3S CI201210-3N3D
HFI-201209-3N9S CI201210-3N9D
HFI-201209-47NJ CI201210-47NJ
HFI-201209-4N7S CI201210-4N7D
HFI-201209-56NJ CI201210-56NJ
HFI-201209-5N6S CI201210-5N6D

Jaro Bourns
HFI-201209-68NJ CI201210-68NJ
HFI-201209-6N8J CI201210-6N8J
HFI-201209-82NJ CI201210-82NJ
HFI-201209-8N2J CI201210-8N2J
HFI-201209-R10J CI201210-R10J
MLI-160808-1R0K CS160808-1R0K
MLI-160808-1R2K CS160808-1R2K
MLI-160808-1R5K CS160808-1R5K
MLI-160808-1R8K CS160808-1R8K
MLI-160808-2R2K CS160808-2R2K
MLI-160808-2R7K CS160808-2R7K
MLI-160808-47NK CS160808-47NK
MLI-160808-68NK CS160808-68NK
MLI-160808-82NK CS160808-82NK
MLI-160808-R10K CS160808-R10K
MLI-160808-R12K CS160808-R12K
MLI-160808-R15K CS160808-R15K
MLI-160808-R18K CS160808-R18K
MLI-160808-R22K CS160808-R22K
MLI-160808-R27K CS160808-R27K
MLI-160808-R33K CS160808-R33K
MLI-160808-R39K CS160808-R39K
MLI-160808-R47K CS160808-R47K
MLI-160808-R56K CS160808-R56K
MLI-160808-R68K CS160808-R68K
MLI-160808-R82K CS160808-R82K
MLI-201209-100K CS201212-100K
MLI-201209-1R0K CS201212-1R0K
MLI-201209-1R2K CS201212-1R2K
MLI-201209-1R5K CS201212-1R5K
MLI-201209-1R8K CS201212-1R8K
MLI-201209-2R2K CS201212-2R2K
MLI-201209-2R7K CS201212-2R7K
MLI-201209-3R3K CS201212-3R3K
MLI-201209-3R9K CS201212-3R9K
MLI-201209-47NK CS201212-47NK
MLI-201209-4R7K CS201212-4R7K
MLI-201209-5R6K CS201212-5R6K
MLI-201209-68NK CS201212-68NK
MLI-201209-6R8K CS201212-6R8K
MLI-201209-82NK CS201212-82NK
MLI-201209-8R2K CS201212-8R2K
MLI-201209-R10K CS201212-R10K
MLI-201209-R12K CS201212-R12K
MLI-201209-R15K CS201212-R15K
MLI-201209-R18K CS201212-R18K
MLI-201209-R22K CS201212-R22K
MLI-201209-R27K CS201212-R27K
MLI-201209-R33K CS201212-R33K
MLI-201209-R39K CS201212-R39K
MLI-201209-R47K CS201212-R47K
MLI-201209-R56K CS201212-R56K
MLI-201209-R68K CS201212-R68K
MLI-201209-R82K CS201212-R82K
MLI-321611-100K CS321613-100K
MLI-321611-120K CS321613-120K
MLI-321611-150K CS321613-150K
MLI-321611-180K CS321613-180K
MLI-321611-1R0K CS321613-1R0K
MLI-321611-1R2K CS321613-1R2K
MLI-321611-1R5K CS321613-1R5K
MLI-321611-1R8K CS321613-1R8K
MLI-321611-220K CS321613-220K
MLI-321611-270K CS321613-270K
MLI-321611-2R2K CS321613-2R2K
MLI-321611-2R7K CS321613-2R7K
MLI-321611-330K CS321613-330K
MLI-321611-3R3K CS321613-3R3K
MLI-321611-3R9K CS321613-3R9K
MLI-321611-47NK CS321613-47NK
MLI-321611-4R7K CS321613-4R7K
MLI-321611-5R6K CS321613-5R6K
MLI-321611-68NK CS321613-68NK
MLI-321611-6R8K CS321613-6R8K
MLI-321611-8R2K CS321613-8R2K
MLI-321611-R10K CS321613-R10K
MLI-321611-R12K CS321613-R12K
MLI-321611-R15K CS321613-R15K
MLI-321611-R18K CS321613-R18K
MLI-321611-R22K CS321613-R22K
MLI-321611-R27K CS321613-R27K
MLI-321611-R33K CS321613-R33K
MLI-321611-R39K CS321613-R39K
MLI-321611-R47K CS321613-R47K
MLI-321611-R56K CS321613-R56K
MLI-321611-R68K CS321613-R68K
MLI-321611-R82K CS321613-R82K
SMI-453232-100K CM453232-100K
SMI-453232-101K CM453232-101K
SMI-453232-102K CM453232-102K
SMI-453232-120K CM453232-120K
SMI-453232-121K CM453232-121K
SMI-453232-150K CM453232-150K
SMI-453232-151K CM453232-151K
SMI-453232-180K CM453232-180K
SMI-453232-181K CM453232-181K

Jaro Bourns
SMI-453232-1R0K CM453232-1R0K
SMI-453232-1R2K CM453232-1R2K
SMI-453232-1R5K CM453232-1R5K
SMI-453232-1R8K CM453232-1R8K
SMI-453232-220K CM453232-220K
SMI-453232-221K CM453232-221K
SMI-453232-270K CM453232-270K
SMI-453232-271K CM453232-271K
SMI-453232-2R2K CM453232-2R2K
SMI-453232-2R7K CM453232-2R7K
SMI-453232-330K CM453232-330K
SMI-453232-331K CM453232-331K
SMI-453232-390K CM453232-390K
SMI-453232-391K CM453232-391K
SMI-453232-3R3K CM453232-3R3K
SMI-453232-3R9K CM453232-3R9K
SMI-453232-470K CM453232-470K
SMI-453232-471K CM453232-471K
SMI-453232-4R7K CM453232-4R7K
SMI-453232-560K CM453232-560K
SMI-453232-561K CM453232-561K
SMI-453232-5R6K CM453232-5R6K
SMI-453232-680K CM453232-680K
SMI-453232-681K CM453232-681K
SMI-453232-6R8K CM453232-6R8K
SMI-453232-820K CM453232-820K
SMI-453232-821K CM453232-821K
SMI-453232-8R2K CM453232-8R2K
SMI-453232-R10M CM453232-R10M
SMI-453232-R12M CM453232-R12M
SMI-453232-R15M CM453232-R15M
SMI-453232-R18M CM453232-R18M
SMI-453232-R22M CM453232-R22M
SMI-453232-R27M CM453232-R27M
SMI-453232-R33M CM453232-R33M
SMI-453232-R39M CM453232-R39M
SMI-453232-R47M CM453232-R47M
SMI-453232-R56M CM453232-R56M
SMI-453232-R68M CM453232-R68M
SMI-453232-R82M CM453232-R82M

JW Miller Bourns
PM0603H-47NJ CI160808-47NJ
PM0603H-4N7 CI160808-4N7D
PM0603H-56NJ CI160808-56NJ
PM0603H-5N6 CI160808-5N6D
PM0603H-68NJ CI160808-68NJ
PM0603H-6N8J CI160808-6N8J
PM0603H-82NJ CI160808-82NJ
PM0603H-8N2J CI160808-8N2J
PM0603-R10J CW160808-R10J
PM0603-R12J CW160808-R12J
PM0603-R15J CW160808-R15J
PM0603-R18J CW160808-R18J
PM0603-R22J CW160808-R22J
PM0603-R27J CW160808-R27J
*PM0805-2N2M CW201212-2N2K
PM0805-8N2M CW201212-8N2J
PM0805-12NM CW201212-12NJ
PM0805-15NM CW201212-15NJ
PM0805-18NM CW201212-18NJ
PM0805-22NM CW201212-22NJ
PM0805-27NM CW201212-27NJ
PM0805-33NM CW201212-33NJ
PM0805-39NM CW201212-39NJ
PM0805-47NM CW201212-47NJ
PM0805-56NK CW201212-56NJ
PM0805-68NK CW201212-68NJ
PM0805-82NK CW201212-82NJ
PM0805-R10K CW201212-R10J
PM0805-R12K CW201212-R12J
PM0805-R15K CW201212-R15J
PM0805-R18K CW201212-R18J
PM0805-R22K CW201212-R22J
PM0805-R27K CW201212-R27J
PM0805-R33K CW201212-R33J
*PM0805-R39K CW201212-R39J
PM0805H-100NJ CI201210-R10J
PM0805H-10NJ CI201210-10NJ
PM0805H-120NJ CI201210-R12J
PM0805H-12NJ CI201210-12NJ
PM0805H-150NJ CI201210-R15J
PM0805H-15NJ CI201210-15NJ
PM0805H-180NJ CI201210-R18J
PM0805H-18NJ CI201210-18NJ
PM0805H-1N5 CI201210-1N5D
PM0805H-1N8 CI201210-1N8D
PM0805H-220NJ CI201210-R22J
PM0805H-22NJ CI201210-22NJ
PM0805H-270NJ CI201210-R27J
PM0805H-27NJ CI201210-27NJ
PM0805H-2N2 CI201210-2N2D
PM0805H-2N7 CI201210-2N7D
PM0805H-330NJ CI201210-R33J
PM0805H-33NJ CI201210-33NJ
PM0805H-390NJ CI201210-R39J
PM0805H-39NJ CI201210-39NJ
PM0805H-3N3 CI201210-3N3D
PM0805H-3N9 CI201210-3N9D
PM0805H-470NJ CI201210-R47J
PM0805H-47NJ CI201210-47NJ
PM0805H-4N7 CI201210-4N7D
PM0805H-56NJ CI201210-56NJ
PM0805H-5N6 CI201210-5N6D
PM0805H-68NJ CI201210-68NJ
PM0805H-6N8J CI201210-6N8J
PM0805H-82NJ CI201210-82NJ
PM0805H-8N2J CI201210-8N2J
PM105-100M SDR1006-100M
PM105-120M SDR1006-120M
PM105-150M SDR1006-150M
PM105-180M SDR1006-180M
PM105-220M SDR1006-220M
PM105-270M SDR1006-270K
PM105-330M SDR1006-330K
PM105-390M SDR1006-390K
PM105-470K SDR1006-470K
PM105-560K SDR1006-560K
PM105-680K SDR1006-680K
PM105-820K SDR1006-820K
PM105-101K SDR1006-101K
PM105-121K SDR1006-121K
PM105-151K SDR1006-151K
PM105-181K SDR1006-181K
PM105-221K SDR1006-221K
PM105-271K SDR1006-271K
PM105-331K SDR1006-331K
PM105-391K SDR1006-391K
PM105-471K SDR1006-471K
PM105-561K SDR1006-561K
PM105-681K SDR1006-681K
PM105-821K SDR1006-821K
PM1008-10NM CW252016-10NK
PM1008-12NM CW252016-12NK
PM1008-15NM CW252016-15NK
PM1008-18NM CW252016-18NK
PM1008-22NM CW252016-22NK
PM1008-27NM CW252016-27NK

JW Miller Bourns
PM0402-10NJ CI100505-10NJ
PM0402-12NJ CI100505-12NJ
PM0402-15NJ CI100505-15NJ
PM0402-18NJ CI100505-18NJ
PM0402-1N0 CI100505-1N0D
PM0402-1N2 CI100505-1N2D
PM0402-1N5 CI100505-1N5D
PM0402-1N8 CI100505-1N8D
PM0402-22NJ CI100505-22NJ
PM0402-27NJ CI100505-27NJ
PM0402-2N2 CI100505-2N2D
PM0402-2N7 CI100505-2N7D
PM0402-33NJ CI100505-33NJ
PM0402-39NJ CI100505-39NJ
PM0402-3N3 CI100505-3N3D
PM0402-3N9 CI100505-3N9D
PM0402-47NJ CI100505-47NJ
PM0402-4N7 CI100505-4N7D
PM0402-56NJ CI100505-56NJ
PM0402-5N6 CI100505-5N6D
PM0402-6N8J CI100505-6N8J
PM0402-8N2J CI100505-8N2J
PM0603-10NJ CW160808-10NJ
PM0603-12NJ CW160808-12NJ
PM0603-15NJ CW160808-15NJ
PM0603-18NJ CW160808-18NJ
PM0603-22NJ CW160808-22NJ
PM0603-27NJ CW160808-27NJ
PM0603-33NJ CW160808-33NJ
PM0603-39NJ CW160808-39NJ
PM0603-3N9 CW160808-3N9K
PM0603-47NJ CW160808-47NJ
PM0603-4N7 CW160808-4N7K
PM0603-56NJ CW160808-56NJ
PM0603-68NJ CW160808-68NJ
PM0603-6N8J CW160808-6N8J
PM0603-82NJ CW160808-82NJ
PM0603-8N2J CW160808-8N2J
PM0603H-100NJ CI160808-R10J
PM0603H-10NJ CI160808-10NJ
PM0603H-12NJ CI160808-12NJ
PM0603H-15NJ CI160808-15NJ
PM0603H-18NJ CI160808-18NJ
PM0603H-1N5 CI160808-1N5D
PM0603H-1N8 CI160808-1N8D
PM0603H-22NJ CI160808-22NJ
PM0603H-27NJ CI160808-27NJ
PM0603H-2N2 CI160808-2N2D
PM0603H-2N7 CI160808-2N7D
PM0603H-33NJ CI160808-33NJ
PM0603H-39NJ CI160808-39NJ
PM0603H-3N3 CI160808-3N3D
PM0603H-3N9 CI160808-3N9D

Jaro Bourns
HFC-1608-10NG CW160808-10NG
HFC-1608-10NJ CW160808-10NJ
HFC-1608-12NG CW160808-12NG
HFC-1608-12NJ CW160808-12NJ
HFC-1608-15NG CW160808-15NG
HFC-1608-15NJ CW160808-15NJ
HFC-1608-18NG CW160808-18NG
HFC-1608-18NJ CW160808-18NJ
HFC-1608-22NG CW160808-22NG
HFC-1608-22NJ CW160808-22NJ
HFC-1608-27NG CW160808-27NG
HFC-1608-27NJ CW160808-27NJ
HFC-1608-33NG CW160808-33NG
HFC-1608-33NJ CW160808-33NJ
HFC-1608-39NG CW160808-39NG
HFC-1608-39NJ CW160808-39NJ
HFC-1608-3N9K CW160808-3N9K
HFC-1608-47NG CW160808-47NG
HFC-1608-47NJ CW160808-47NJ
HFC-1608-4N7K CW160808-4N7K
HFC-1608-56NG CW160808-56NG
HFC-1608-56NJ CW160808-56NJ
HFC-1608-68NG CW160808-68NG
HFC-1608-68NJ CW160808-68NJ
HFC-1608-6N8G CW160808-6N8G
HFC-1608-6N8J CW160808-6N8J
HFC-1608-82NG CW160808-82NG
HFC-1608-82NJ CW160808-82NJ
HFC-1608-8N2G CW160808-8N2G
HFC-1608-8N2J CW160808-8N2J
HFC-1608-R10G CW160808-R10G
HFC-1608-R10J CW160808-R10J
HFC-1608-R12G CW160808-R12G
HFC-1608-R12J CW160808-R12J
HFC-1608-R15G CW160808-R15G
HFC-1608-R15J CW160808-R15J
HFC-1608-R18G CW160808-R18G
HFC-1608-R18J CW160808-R18J
HFC-1608-R22G CW160808-R22G
HFC-1608-R22J CW160808-R22J
HFC-1608-R27G CW160808-R27G
HFC-1608-R27J CW160808-R27J
HFC-2012C-10NJ CW201212-10NJ
HFC-2012C-12NJ CW201212-12NJ
HFC-2012C-15NJ CW201212-15NJ
HFC-2012C-18NJ CW201212-18NJ
HFC-2012C-22NJ CW201212-22NJ
HFC-2012C-27NJ CW201212-27NJ
HFC-2012C-33NJ CW201212-33NJ
HFC-2012C-39NJ CW201212-39NJ
HFC-2012C-3N3J CW201212-3N3J
HFC-2012C-47NJ CW201212-47NJ
HFC-2012C-4N7J CW201212-4N7J
HFC-2012C-56NJ CW201212-56NJ
HFC-2012C-68NJ CW201212-68NJ

* Physical equivalent. Electrical specs within 10% of competitor.
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J W Miller Bourns
PM1008-33NM CW252016-33NK
PM1008-39NM CW252016-39NK
PM1008-47NM CW252016-47NK
PM1008-56NK CW252016-56NJ
PM1008-68NK CW252016-68NJ
PM1008-82NK CW252016-82NJ
PM1008-R10K CW252016-R10J
PM1008-R12K CW252016-R12J
PM1008-R15K CW252016-R15J
PM1008-R18K CW252016-R18J
PM1008-R22K CW252016-R22J
PM1008-R27K CW252016-R27J
PM1008-R33K CW252016-R33J
PM1008-R39K CW252016-R39J
PM1008-R47K CW252016-R47J
PM1008-R56K CW252016-R56J
PM1008-R68K CW252016-R68J
PM1008-R82K CW252016-R82J
PM1008-1R0K CW252016-1R0J
PM1008-1R2K CW252016-1R2J
PM1008-1R5K CW252016-1R5J
PM1008-1R8K CW252016-1R8J
PM1008-2R2K CW252016-2R2J
PM125SH-100M SRR1206-100M
PM125SH-101M SRR1206-101Y
PM125SH-102M SRR1206-102K
PM125SH-120M SRR1206-120M
PM125SH-121M SRR1206-121Y
PM125SH-150M SRR1206-150M
PM125SH-151M SRR1206-151K
PM125SH-180M SRR1206-180M
PM125SH-181M SRR1206-181K
PM125SH-220M SRR1206-220M
PM125SH-221M SRR1206-221K
PM125SH-270M SRR1206-270M
PM125SH-271M SRR1206-271K
PM125SH-330M SRR1206-330Y
PM125SH-331M SRR1206-331K
PM125SH-390M SRR1206-390Y
PM125SH-391M SRR1206-391K
PM125SH-470M SRR1206-470Y
PM125SH-471M SRR1206-471K
PM125SH-560M SRR1206-560Y
PM125SH-561M SRR1206-561K
PM125SH-680M SRR1206-680Y
PM125SH-681M SRR1206-681K
PM125SH-820M SRR1206-820Y
PM125SH-821M SRR1206-821K
PM127SH-100M SRR1208-100M
PM127SH-120M SRR1208-120M
PM127SH-150M SRR1208-150M
PM127SH-180M SRR1208-180M
PM127SH-220M SRR1208-220M
PM127SH-270M SRR1208-270M
PM127SH-330M SRR1208-330Y
PM127SH-390M SRR1208-390Y
PM127SH-470M SRR1208-470Y
PM1608-100M SDR0703-100K
PM1608-101M SDR0703-101K
PM1608-102M SDR0703-102K
PM1608-150M SDR0703-150K
PM1608-151M SDR0703-151K
PM1608-1R0M SDR0703-1R0M
PM1608-220M SDR0703-220K
PM1608-221M SDR0703-221K
PM1608-2R2M SDR0703-2R2M
PM1608-330M SDR0703-330K
PM1608-331M SDR0703-331K
PM1608-3R3M SDR0703-3R3M
PM1608-470M SDR0703-470K
PM1608-471M SDR0703-471K
PM1608-4R7M SDR0703-4R7K
PM1608-680M SDR0703-680K
PM1608-681M SDR0703-681K
PM1608-6R8M SDR0703-6R8K
PM1608S-100M SRR6603-100M
PM1608S-101M SRR6603-101M
PM1608S-102M SRR6603-102M
PM1608S-150M SRR6603-150M
PM1608S-151M SRR6603-151M
PM1608S-1R0M SRR6603-1R0M
PM1608S-1R5M SRR6603-1R5M
PM1608S-221M SRR6603-221M
PM1608S-2R2M SRR6603-2R2M
PM1608S-330M SRR6603-330M
PM1608S-331M SRR6603-331M
PM1608S-3R3M SRR6603-3R3M
PM1608S-470M SRR6603-470M
PM1608S-471M SRR6603-471M
PM1608S-4R7M SRR6603-4R7M
PM1608S-680M SRR6603-680M
PM1608S-681M SRR6603-681M
PM1608S-6R8M SRR6603-6R8M
PM1812-100K CM453232-100K
PM1812-101K CM453232-101K
PM1812-102K CM453232-102K

J W Miller Bourns
PM1812-120K CM453232-120K
PM1812-121K CM453232-121K
PM1812-150K CM453232-150K
PM1812-151K CM453232-151K
PM1812-180K CM453232-180K
PM1812-181K CM453232-181K
PM1812-1R0K CM453232-1R0K
PM1812-1R2K CM453232-1R2K
PM1812-1R5K CM453232-1R5K
PM1812-1R8K CM453232-1R8K
PM1812-220K CM453232-220K
PM1812-221K CM453232-221K
PM1812-270K CM453232-270K
PM1812-271K CM453232-271K
PM1812-2R2K CM453232-2R2K
PM1812-2R7K CM453232-2R7K
PM1812-330K CM453232-330K
PM1812-331K CM453232-331K
PM1812-390K CM453232-390K
PM1812-391K CM453232-391K
PM1812-3R3K CM453232-3R3K
PM1812-3R9K CM453232-3R9K
PM1812-470K CM453232-470K
PM1812-471K CM453232-471K
PM1812-4R7K CM453232-4R7K
PM1812-560K CM453232-560K
PM1812-561K CM453232-561K
PM1812-5R6K CM453232-5R6K
PM1812-680K CM453232-680K
PM1812-681K CM453232-681K
PM1812-6R8K CM453232-6R8K
PM1812-820K CM453232-820K
PM1812-821K CM453232-821K
PM1812-8R2K CM453232-8R2K
PM1812-R10M CM453232-R10M
PM1812-R12M CM453232-R12M
PM1812-R15M CM453232-R15M
PM1812-R18M CM453232-R18M
PM1812-R22M CM453232-R22M
PM1812-R27M CM453232-R27M
PM1812-R33M CM453232-R33M
PM1812-R39M CM453232-R39M
PM1812-R47M CM453232-R47M
PM1812-R56M CM453232-R56M
PM1812-R68M CM453232-R68M
PM1812-R82M CM453232-R82M
PM3316-100M SDR1005-100M
PM3316-101M SDR1005-101K
PM3316-102M SDR1005-102K
PM3316-150M SDR1005-150M
PM3316-151M SDR1005-151K
PM3316-1R0M SDR1005-1R0M
PM3316-1R5M SDR1005-1R5M
PM3316-220M SDR1005-220M
PM3316-221M SDR1005-221K
PM3316-2R5M SDR1005-2R5M
PM3316-330M SDR1005-330K
PM3316-331M SDR1005-331K
PM3316-3R3M SDR1005-3R3M
PM3316-470M SDR1005-470K
PM3316-471M SDR1005-471K
PM3316-4R7M SDR1005-4R7M
PM3316-680M SDR1005-680K
PM3316-681M SDR1005-681K
PM3316-6R8M SDR1005-6R8M
PM3316S-100M SRR1005-100M
PM3316S-120M SRR1005-120M
PM3316S-150M SRR1005-150M
PM3316S-180M SRR1005-180Y
PM3316S-1R0M SRR1005-1R0M
PM3316S-1R5M SRR1005-1R5M
PM3316S-220M SRR1005-220Y
PM3316S-270M SRR1005-270Y
PM3316S-2R2M SRR1005-2R2M
PM3316S-330M SRR1005-330Y
PM3316S-390M SRR1005-390Y
PM3316S-3R0M SRR1005-3R0M
PM3316S-470M SRR1005-470Y
PM3316S-4R7M SRR1005-4R7M
PM3316S-7R0M SRR1005-7R0M
PM42S-100 SRR4011-100Y
PM42S-101 SRR4011-101Y
PM42S-150 SRR4011-150Y
PM42S-151 SRR4011-151Y
PM42S-220 SRR4011-220Y
PM42S-2R2 SRR4011-2R2Y
PM42S-330 SRR4011-330Y
PM42S-3R3 SRR4011-3R3Y
PM42S-470 SRR4011-470Y
PM42S-4R7 SRR4011-4R7Y
PM42S-680 SRR4011-680Y
PM42S-820 SRR4011-820Y
PM42S-8R2 SRR4011-8R2Y
PM43-100M SDR0403-100M
PM43-120M SDR0403-120M
PM43-150M SDR0403-150M

J W Miller Bourns
PM43-180M SDR0403-180M
PM43-1R0M SDR0403-1R0M
PM43-1R4M SDR0403-1R4M
PM43-1R8M SDR0403-1R8M
PM43-220M SDR0403-220M
PM43-270M SDR0403-270K
PM43-2R2M SDR0403-2R2M
PM43-2R7M SDR0403-2R7M
PM43-330K SDR0403-330K
PM43-390K SDR0403-390K
PM43-3R3M SDR0403-3R3M
PM43-3R9M SDR0403-3R9M
PM43-470K SDR0403-470K
PM43-4R7M SDR0403-4R7M
PM43-560K SDR0403-560K
PM43-5R6M SDR0403-5R6M
PM43-680K SDR0403-680K
PM43-6R8M SDR0403-6R8M
PM43-8R2M SDR0403-8R2M
PM5022-100M SDR1806-100M
PM5022-101M SDR1806-101K
PM5022-102M SDR1806-102K
PM5022-150M SDR1806-150M
PM5022-151M SDR1806-151K
PM5022-1R0M SDR1806-1R0M
PM5022-220M SDR1806-220M
PM5022-221M SDR1806-221K
PM5022-2R2M SDR1806-2R2M
PM5022-330M SDR1806-330M
PM5022-331M SDR1806-331K
PM5022-3R3M SDR1806-3R3M
PM5022-470M SDR1806-470M
PM5022-471M SDR1806-471K
PM5022-5R6M SDR1806-5R6M
PM5022-680M SDR1806-680M
PM5022-681M SDR1806-681K
PM5022S-100M SRR1806-100M
PM5022S-101M SRR1806-101M
PM5022S-102M SRR1806-102M
PM5022S-150M SRR1806-150M
PM5022S-151M SRR1806-151M
PM5022S-220M SRR1806-220M
PM5022S-221M SRR1806-221M
PM5022S-330M SRR1806-330M
PM5022S-331M SRR1806-331M
PM5022S-470M SRR1806-470M
PM5022S-471M SRR1806-471M
PM5022S-680M SRR1806-680M
PM5022S-681M SRR1806-681M
PM54-100M SDR0604-100M
PM54-101K SDR0604-101K
PM54-120M SDR0604-120M
PM54-121K SDR0604-121K
PM54-150M SDR0604-150Y
PM54-151K SDR0604-151K
PM54-180M SDR0604-180Y
PM54-181K SDR0604-181K
PM54-220M SDR0604-220Y
PM54-221K SDR0604-221K
PM54-270M SDR0604-270Y
PM54-330L SDR0604-330K
PM54-390L SDR0604-390K
PM54-470L SDR0604-470K
PM54-560K SDR0604-560K
PM54-680K SDR0604-680K
PM54-820K SDR0604-820K
PM7032S-100M SRR7032-100M
PM7032S-101M SRR7032-101M
PM7032S-102M SRR7032-102M
PM7032S-150M SRR7032-150M
PM7032S-151M SRR7032-151M
PM7032S-220M SRR7032-220M
PM7032S-221M SRR7032-221M
PM7032S-330M SRR7032-330M
PM7032S-331M SRR7032-331M
PM7032S-3R3M SRR7032-3R3M
PM7032S-470M SRR7032-470M
PM7032S-471M SRR7032-471M
PM7032S-4R7M SRR7032-4R7M
PM7032S-680M SRR7032-680M
PM7032S-681M SRR7032-681M
PM7032S-6R8M SRR7032-6R8M
PM75-100K SDR0805-100M
PM75-120K SDR0805-120M
PM75-150K SDR0805-150M
PM75-180K SDR0805-180M
PM75-220K SDR0805-220M
PM75-270K SDR0805-270K
PM75-330K SDR0805-330K
PM75-390K SDR0805-390K
PM75-470K SDR0805-470K
PM75-560K SDR0805-560K
PM75-680K SDR0805-680K
PM75-820K SDR0805-820K
PM75-101K SDR0805-101K
PM75-121K SDR0805-121K

J W Miller Bourns
PM75-151K SDR0805-151K
PM75-181K SDR0805-181K
PM75-221K SDR0805-221K
PM75-271K SDR0805-271K
PM75-331K SDR0805-331K
PM75-391K SDR0805-391K
PM75-471K SDR0805-471K

KOA Speer Bourns
KQ0603TE39NJ CW160808-39NJ
KQ0603TE47NJ CW160808-47NJ
KQ0603TE56NJ CW160808-56NJ
KQ0603TE68NJ CW160808-68NJ
KQ0603TE82NJ CW160808-82NJ
KQ0603TER10J CW160808-R10J
KQ0603TER12J CW160808-R12J
KQ0805TE3N3K CW201212-2N2K
KQ0805TE8N2J CW201212-8N2J
KQ0805TE12NJ CW201212-12NJ
KQ0805TE15NJ CW201212-15NJ
KQ0805TE18NJ CW201212-18NJ
KQ0805TE22NJ CW201212-22NJ
KQ0805TE27NJ CW201212-27NJ
KQ0805TE33NJ CW201212-33NJ
KQ0805TE39NJ CW201212-39NJ
KQ0805TE47NJ CW201212-47NJ
KQ0805TE56NJ CW201212-56NJ
KQ0805TE68NJ CW201212-68NJ
KQ0805TE82NJ CW201212-82NJ
KQ0805TER10J CW201212-R10J
KQ0805TER12J CW201212-R12J
KQ0805TER15J CW201212-R15J
KQ0805TER18J CW201212-R18J
KQ0805TER22J CW201212-R22J
KQ0805TER27J CW201212-R27J
KQ0805TER33J CW201212-R33J
*KQ0805TER39J CW201212-R39J
KQ1008TE10NK CW252016-10NK
KQ1008TE12NK CW252016-12NK
KQ1008TE15NK CW252016-15NK
KQ1008TE18NK CW252016-18NK
KQ1008TE22NK CW252016-22NK
KQ1008TE27NK CW252016-27NK
KQ1008TE33NK CW252016-33NK
KQ1008TE39NK CW252016-39NK
KQ1008TE47NK CW252016-47NK
KQ1008TE56NJ CW252016-56NJ
KQ1008TE68NJ CW252016-68NJ
KQ1008TE82NJ CW252016-82NJ
*KQ1008TER10J CW252016-R10J
*KQ1008TER12J CW252016-R12J
*KQ1008TER15J CW252016-R15J
*KQ1008TER18J CW252016-R18J
*KQ1008TER22J CW252016-R22J
*KQ1008TER27J CW252016-R27J
*KQ1008TER33J CW252016-R33J
*KQ1008TER39J CW252016-R39J
*KQ1008TER47J CW252016-R47J
*KQ1008TER56J CW252016-R56J
*KQ1008TER68J CW252016-R68J
*KQ1008TER82J CW252016-R82J
*KQ1008TE1R0J CW252016-1R0J
*KQ1008TE1R2J CW252016-1R2J
*KQ1008TE1R5J CW252016-1R5J
*KQ1008TE1R8J CW252016-1R8J
*KQ1008TE2R2J CW252016-2R2J
MCI0603HTE47NK CS160808-47NK
MCI0603HTE56NK CS160808-56NK
MCI0603HTE68NK CS160808-68NK
MCI0603HTE82NK CS160808-82NK
MCI0603HTER10K CS160808-R10K
MCI0603HTER12K CS160808-R12K
MCI0603HTER15K CS160808-R15K
MCI0603HTER18K CS160808-R18K
MCI0603HTER22K CS160808-R22K
MCI0603HTER27K CS160808-R27K
MCI0603HTER33K CS160808-R33K
MCI0603HTER39K CS160808-R39K
MCI0603HTER47K CS160808-R47K
MCI0603HTER56K CS160808-R56K
MCI0603HTER68K CS160808-R68K
MCI0603HTER82K CS160808-R82K
MCI0603JTE1R0K CS160808-1R0K
MCI0603JTE1R2K CS160808-1R2K
MCI0603JTE1R5K CS160808-1R5K
MCI0603JTE1R8K CS160808-1R8K
MCI0603JTE2R2K CS160808-2R2K
MCI0603JTE2R7K CS160808-2R7K
MCI0805HTE47NK CS201212-47NK
MCI0805HTE56NK CS201212-56NK
MCI0805HTE68NK CS201212-68NK
MCI0805HTE82NK CS201212-82NK
MCI0805HTER10K CS201212-R10K
MCI0805HTER12K CS201212-R12K
MCI0805HTER15K CS201212-R15K
MCI0805HTER18K CS201212-R18K
MCI0805HTER22K CS201212-R22K
MCI0805HTER27K CS201212-R27K
MCI0805HTER33K CS201212-R33K
MCI0805HTER39K CS201212-R39K
MCI0805HTER47K CS201212-R47K
MCI0805HTER56K CS201212-R56K
MCI0805HTER68K CS201212-R68K
MCI0805HTER82K CS201212-R82K
MCI0805JTE10RK CS201212-100K

Johanson Bourns
L-07C1N0S-E CI100505-1N0D
L-07C1N2S-E CI100505-1N2D
L-07C1N5S-E CI100505-1N5D
L-07C1N8S-E CI100505-1N8D
L-07C2N2S-E CI100505-2N2D
L-07C2N7S-E CI100505-2N7D
L-07C3N3S-E CI100505-3N3D
L-07C3N9S-E CI100505-3N9D
L-07C4N7S-E CI100505-4N7D
L-07C5N6S-E CI100505-5N6D
L-07C6N8J-E CI100505-6N8J
L-07C8N2J-E CI100505-8N2J
L-07C10NJ-E CI100505-10NJ
L-07C12NJ-E CI100505-12NJ
L-07C15NJ-E CI100505-15NJ
L-07C18NJ-E CI100505-18NJ
L-07C22NJ-E CI100505-22NJ
L-07C27NJ-E CI100505-27NJ
L-07C33NJ-E CI100505-33NJ
L-07C39NJ-E CI100505-39NJ
L-07C47NJ-E CI100505-47NJ
L-14C1N0S-E CI160808-1N0D
L-14C1N2S-E CI160808-1N2D
L-14C1N5S-E CI160808-1N5D
L-14C1N8S-E CI160808-1N8D
L-14C2N2S-E CI160808-2N2D
L-14C2N7S-E CI160808-2N7D
L-14C3N3S-E CI160808-3N3D
L-14C3N9S-E CI160808-3N9D
L-14C4N7S-E CI160808-4N7D
L-14C5N6S-E CI160808-5N6D
L-14C6N8J-E CI160808-6N8J
L-14C8N2J-E CI160808-8N2J
L-14C10NJ-E CI160808-10NJ
L-14C12NJ-E CI160808-12NJ
L-14C15NJ-E CI160808-15NJ
L-14C18NJ-E CI160808-18NJ
L-14C22NJ-E CI160808-22NJ
L-14C27NJ-E CI160808-27NJ
L-14C33NJ-E CI160808-33NJ
L-14C39NJ-E CI160808-39NJ
L-14C47NJ-E CI160808-47NJ
L-14C56NJ-E CI160808-56NJ
L-14C68NJ-E CI160808-68NJ
L-14C82NJ-E CI160808-82NJ
L-14CR10J-E CI160808-R10J
L-15C1N5S-E CI201210-1N5D
L-15C1N8S-E CI201210-1N8D
L-15C2N2S-E CI201210-2N2D
L-15C2N7S-E CI201210-2N7D
L-15C3N3S-E CI201210-3N3D
L-15C3N9S-E CI201210-3N9D
L-15C4N7S-E CI201210-4N7D
L-15C5N6S-E CI201210-5N6D
L-15C6N8J-E CI201210-6N8J
L-15C8N2J-E CI201210-8N2J
L-15C10NJ-E CI201210-10NJ
L-15C12NJ-E CI201210-12NJ
L-15C15NJ-E CI201210-15NJ
L-15C18NJ-E CI201210-18NJ
L-15C22NJ-E CI201210-22NJ
L-15C27NJ-E CI201210-27NJ
L-15C33NJ-E CI201210-33NJ
L-15C39NJ-E CI201210-39NJ
L-15C47NJ-E CI201210-47NJ
L-15C56NJ-E CI201210-56NJ
L-15C68NJ-E CI201210-68NJ
L-15C82NJ-E CI201210-82NJ
L-15CR10J-E CI201210-R10J
L-15CR12J-E CI201210-R12J
L-15CR15J-E CI201210-R15J
L-15CR18J-E CI201210-R18J
L-15CR22J-E CI201210-R22J

KOA Speer Bourns
KQ0603TE3N9K CW160808-3N9D
KQ0603TE4N7K CW160808-4N7D
KQ0603TE6N8K CW160808-6N8J
KQ0603TE10NJ CW160808-10NJ
KQ0603TE12NJ CW160808-12NJ
KQ0603TE15NJ CW160808-15NJ
KQ0603TE18NJ CW160808-18NJ
KQ0603TE22NJ CW160808-22NJ
KQ0603TE27NJ CW160808-27NJ
KQ0603TE33NJ CW160808-33NJ

* Physical equivalent. Electrical specs within 10% of competitor.
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KOA Speer Bourns
MCI0805JTE12RK CS201212-120K
MCI0805JTE1R0K CS201212-1R0K
MCI0805JTE1R2K CS201212-1R2K
MCI0805JTE1R5K CS201212-1R5K
MCI0805JTE1R8K CS201212-1R8K
MCI0805JTE2R2K CS201212-2R2K
MCI0805JTE2R7K CS201212-2R7K
MCI0805JTE3R3K CS201212-3R3K
MCI0805JTE3R9K CS201212-3R9K
MCI0805JTE4R7K CS201212-4R7K
MCI0805JTE5R6K CS201212-5R6K
MCI0805JTE6R8K CS201212-6R8K
MCI0805JTE8R2K CS201212-8R2K
MCI1206HTE47NK CS321613-47NK
MCI1206HTE56NK CS321613-56NK
MCI1206HTE68NK CS321613-68NK
MCI1206HTE82NK CS321613-82NK
MCI1206HTER10K CS321613-R10K
MCI1206HTER12K CS321613-R12K
MCI1206HTER15K CS321613-R15K
MCI1206HTER18K CS321613-R18K
MCI1206HTER22K CS321613-R22K
MCI1206HTER27K CS321613-R27K
MCI1206HTER33K CS321613-R33K
MCI1206HTER39K CS321613-R39K
MCI1206HTER47K CS321613-R47K
MCI1206HTER56K CS321613-R56K
MHI0402CT10NJ CI100505-10NJ
MHI0402CT12NJ CI100505-12NJ
MHI0402CT15NJ CI100505-15NJ
MHI0402CT18NJ CI100505-18NJ
MHI0402CT1N0S CI100505-1N0D
MHI0402CT1N2S CI100505-1N2D
MHI0402CT1N5S CI100505-1N5D
MHI0402CT1N8S CI100505-1N8D
MHI0402CT22NJ CI100505-22NJ
MHI0402CT27NJ CI100505-27NJ
MHI0402CT2N2S CI100505-2N2D
MHI0402CT2N7S CI100505-2N7D
MHI0402CT33NJ CI100505-33NJ
MHI0402CT39NJ CI100505-39NJ
MHI0402CT3N3S CI100505-3N3D
MHI0402CT3N9S CI100505-3N9D
MHI0402CT47NJ CI100505-47NJ
MHI0402CT4N7S CI100505-4N7D
MHI0402CT56NJ CI100505-56NJ
MHI0402CT5N6S CI100505-5N6D
MHI0402CT6N8J CI100505-6N8J
MHI0402CT8N2J CI100505-8N2J
SDR0805TE100M SDR0805-100M
SDR0805TE101K SDR0805-101K
SDR0805TE120M SDR0805-120M
SDR0805TE121K SDR0805-121K
SDR0805TE150M SDR0805-150M
SDR0805TE151K SDR0805-151K
SDR0805TE180M SDR0805-180M
SDR0805TE181K SDR0805-181K
SDR0805TE220M SDR0805-220M
SDR0805TE221K SDR0805-221K
SDR0805TE270K SDR0805-270K
SDR0805TE271K SDR0805-271K
SDR0805TE330K SDR0805-330K
SDR0805TE331K SDR0805-331K
SDR0805TE390K SDR0805-390K
SDR0805TE391K SDR0805-391K
SDR0805TE470K SDR0805-470K
SDR0805TE471K SDR0805-471K
SDR0805TE560K SDR0805-560K
SDR0805TE680K SDR0805-680K
SDR0805TE820K SDR0805-820K
SDR100TE100M SDR1006-100M
SDR100TE101K SDR1006-101K
SDR100TE120M SDR1006-120M
SDR100TE121K SDR1006-121K
SDR100TE150M SDR1006-150M
SDR100TE151K SDR1006-151K
SDR100TE180M SDR1006-180M
SDR100TE181K SDR1006-181K
SDR100TE220M SDR1006-220M
SDR100TE221K SDR1006-221K
SDR100TE270K SDR1006-270K
SDR100TE271K SDR1006-271K
SDR100TE330K SDR1006-330K
SDR100TE331K SDR1006-331K
SDR100TE390K SDR1006-390K
SDR100TE391K SDR1006-391K
SDR100TE470K SDR1006-470K
SDR100TE471K SDR1006-471K
SDR100TE560K SDR1006-560K
SDR100TE561K SDR1006-561K
SDR100TE680K SDR1006-680K
SDR100TE681K SDR1006-681K
SDR100TE820K SDR1006-820K
SDR100TE821K SDR1006-821K

Midcom Bourns
DSS-2612-100R SRR6603-100M
DSS-2612-101R SRR6603-101M
DSS-2612-102R SRR6603-102M
DSS-2612-150R SRR6603-150M
DSS-2612-151R SRR6603-151M
DSS-2612-1R0R SRR6603-1R0M
DSS-2612-1R5R SRR6603-1R5M
DSS-2612-221R SRR6603-221M
DSS-2612-2R2R SRR6603-2R2M
DSS-2612-330R SRR6603-330M
DSS-2612-331R SRR6603-331M
DSS-2612-3R3R SRR6603-3R3M
DSS-2612-470R SRR6603-470M
DSS-2612-471R SRR6603-471M
DSS-2612-4R7R SRR6603-4R7M
DSS-2612-680R SRR6603-680M
DSS-2612-681R SRR6603-681M
DSS-2612-6R8R SRR6603-6R8M
DSS-5121-100R SRR1005-100M
DSS-5121-101K SRR1005-101K
DSS-5121-120R SRR1005-120M
DSS-5121-121K SRR1005-121K
DSS-5121-150R SRR1005-150M
DSS-5121-151K SRR1005-151K
DSS-5121-180R SRR1005-180Y
DSS-5121-181K SRR1005-181K
DSS-5121-1R0R SRR1005-1R0M
DSS-5121-1R5R SRR1005-1R5M
DSS-5121-220R SRR1005-220Y
DSS-5121-221K SRR1005-221K
DSS-5121-270R SRR1005-270Y
DSS-5121-2R2R SRR1005-2R2M
DSS-5121-330R SRR1005-330Y
DSS-5121-390R SRR1005-390Y
DSS-5121-3R0R SRR1005-3R0M
DSS-5121-470R SRR1005-470Y
DSS-5121-4R7R SRR1005-4R7M
DSS-5121-560R SRR1005-560Y
DSS-5121-680R SRR1005-680Y
DSS-5121-820R SRR1005-820Y
DSS-7330-100R SRR1806-100M
DSS-7330-101R SRR1806-101M
DSS-7330-102R SRR1806-102M
DSS-7330-150R SRR1806-150M
DSS-7330-151R SRR1806-151M
DSS-7330-220R SRR1806-220M
DSS-7330-221R SRR1806-221M
DSS-7330-330R SRR1806-330M
DSS-7330-331R SRR1806-331M
DSS-7330-470R SRR1806-470M
DSS-7330-471R SRR1806-471M
DSS-7330-680R SRR1806-680M
DSS-7330-681R SRR1806-681M
DUS-2612-100K SDR0703-100K
DUS-2612-101K SDR0703-101K
DUS-2612-102K SDR0703-102K
DUS-2612-150K SDR0703-150K
DUS-2612-151K SDR0703-151K
DUS-2612-1R0M SDR0703-1R0M
DUS-2612-220K SDR0703-220K
DUS-2612-221K SDR0703-221K
DUS-2612-2R2M SDR0703-2R2M
DUS-2612-330K SDR0703-330K
DUS-2612-331K SDR0703-331K
DUS-2612-3R3M SDR0703-3R3M
DUS-2612-470K SDR0703-470K
DUS-2612-471K SDR0703-471K
DUS-2612-4R7K SDR0703-4R7K
DUS-2612-680K SDR0703-680K
DUS-2612-681K SDR0703-681K
DUS-2612-6R8K SDR0703-6R8K
DUS-5121-100M SDR1005-100M
DUS-5121-101K SDR1005-101K
DUS-5121-102K SDR1005-102K
DUS-5121-103K SDR1005-103K
DUS-5121-150M SDR1005-150M
DUS-5121-151K SDR1005-151K
DUS-5121-152K SDR1005-152K
DUS-5121-1R0M SDR1005-1R0M
DUS-5121-1R5M SDR1005-1R5M
DUS-5121-220M SDR1005-220M
DUS-5121-221K SDR1005-221K
DUS-5121-222K SDR1005-222K
DUS-5121-330K SDR1005-330K
DUS-5121-331K SDR1005-331K
DUS-5121-332K SDR1005-332K
DUS-5121-3R3M SDR1005-3R3M
DUS-5121-470K SDR1005-470K
DUS-5121-471K SDR1005-471K
DUS-5121-472K SDR1005-472K
DUS-5121-4R7M SDR1005-4R7M
DUS-5121-680K SDR1005-680K
DUS-5121-681K SDR1005-681K
DUS-5121-682K SDR1005-682K
DUS-5121-6R8M SDR1005-6R8M
DUS-5121-822K SDR1005-822K

Murata Bourns
BLM11P300S MH1608-300Y
BLM31P500S MH3261-500Y
BLM41A151S MH4516-600Y
BLM41P750S MH4516-750Y
BLM11A221S MU1608-221Y
BLM31A601S MU3261-601Y
BLM11A2102S MZ1608-102Y
LQG10A1N2S00T1 CI100505-1N2D
LQG10A1N5S00T1 CI100505-1N5D
LQG10A1N8S00T1 CI100505-1N8D
LQG10A2N2S00T1 CI100505-2N2D
LQG10A2N7S00T1 CI100505-2N7D
LQG10A3N3S00T1 CI100505-3N3D
LQG10A3N9S00T1 CI100505-3N9D
LQG10A4N7S00T1 CI100505-4N7D
LQG10A5N6S00T1 CI100505-5N6D
LQG10A6N8J00T1 CI100505-6N8J
LQG10A8N2J00T1 CI100505-8N2J
LQG10A10NJ00T1 CI100505-10NJ
LQG10A12NJ00T1 CI100505-12NJ
LQG10A15NJ00T1 CI100505-15NJ
LQG10A18NJ00T1 CI100505-18NJ
LQG10A22NJ00T1 CI100505-22NJ
LQG10A27NJ00T1 CI100505-27NJ
LQG10A33NJ00T1 CI100505-33NJ
LQG15HN10NJ00 CI100505-10NJ
LQG15HN12NJ00 CI100505-12NJ
LQG15HN15NJ00 CI100505-15NJ
LQG15HN18NJ00 CI100505-18NJ
LQG15HN1N2S00 CI100505-1N2D
LQG15HN1N5S00 CI100505-1N5D
LQG15HN1N8S00 CI100505-1N8D
LQG15HN22NJ00 CI100505-22NJ
LQG15HN27NJ00 CI100505-27NJ
LQG15HN2N2S00 CI100505-2N2D
LQG15HN2N7S00 CI100505-2N7D
LQG15HN33NJ00 CI100505-33NJ
LQG15HN39NJ00 CI100505-39NJ
LQG15HN3N3S00 CI100505-3N3D
LQG15HN3N9S00 CI100505-3N9D
LQG15HN47NJ00 CI100505-47NJ
LQG15HN4N7S00 CI100505-4N7D
LQG15HN56NJ00 CI100505-56NJ
LQG15HN5N6S00 CI100505-5N6D
LQG15HN68NJ00 CI100505-68NJ
LQG15HN6N8J00 CI100505-6N8J
LQG15HN8N2J00 CI100505-8N2J
LQG18HN10NJ00 CI160808-10NJ
LQG18HN12NJ00 CI160808-12NJ
LQG18HN15NJ00 CI160808-15NJ
LQG18HN18NJ00 CI160808-18NJ
LQG18HN1N2S00 CI160808-1N2D
LQG18HN1N5S00 CI160808-1N5D
LQG18HN1N8S00 CI160808-1N8D
LQG18HN22NJ00 CI160808-22NJ
LQG18HN27NJ00 CI160808-27NJ
LQG18HN2N2S00 CI160808-2N2D
LQG18HN2N7S00 CI160808-2N7D
LQG18HN33NJ00 CI160808-33NJ
LQG18HN39NJ00 CI160808-39NJ
LQG18HN3N3S00 CI160808-3N3D
LQG18HN3N9S00 CI160808-3N9D
LQG18HN47NJ00 CI160808-47NJ
LQG18HN4N7S00 CI160808-4N7D
LQG18HN56NJ00 CI160808-56NJ
LQG18HN5N6S00 CI160808-5N6D
LQG18HN68NJ00 CI160808-68NJ
LQG18HN6N8J00 CI160808-6N8J
LQG18HN82NJ00 CI160808-82NJ
LQG18HN8N2J00 CI160808-8N2J
LQG18HNR10J00 CI160808-R10J
LQH32CN100K23 SDR0302-100M
LQH32CN101K23 SDR0302-101K
LQH32CN1R0M23 SDR0302-1R0M
LQH32CN220K23 SDR0302-220M
LQH32CN221K23 SDR0302-221K
LQH32CN2R2M23 SDR0302-2R2M
LQH32CN331K23 SDR0302-331K
LQH32CN391K23 SDR0302-391K
LQH32CN470K23 SDR0302-470K
LQH32CN471K23 SDR0302-471K
LQH32CN4R7M23 SDR0302-4R7M
LQH32CN561K23 SDR0302-561K
LQM18NN1R0K00 CS160808-1R0K
LQM18NN1R2K00 CS160808-1R2K
LQM18NN1R5K00 CS160808-1R5K
LQM18NN1R8K00 CS160808-1R8K
LQM18NN2R2K00 CS160808-2R2K
LQM18NN47NM00 CS160808-47NK
LQM18NN68NM00 CS160808-68NK
LQM18NN82NM00 CS160808-82NK
LQM18NNR10K00 CS160808-R10K
LQM18NNR12K00 CS160808-R12K
LQM18NNR15K00 CS160808-R15K
LQM18NNR18K00 CS160808-R18K
LQM18NNR22K00 CS160808-R22K

Murata Bourns
LQM18NNR27K00 CS160808-R27K
LQM18NNR33K00 CS160808-R33K
LQM18NNR39K00 CS160808-R39K
LQM18NNR47K00 CS160808-R47K
LQM18NNR56K00 CS160808-R56K
LQM18NNR68K00 CS160808-R68K
LQM18NNR82K00 CS160808-R82K
LQM21NN1R0K10 CS201212-1R0K
LQM21NN1R2K10 CS201212-1R2K
LQM21NN1R5K10 CS201212-1R5K
LQM21NN1R8K10 CS201212-1R8K
LQM21NN2R2K10 CS201212-2R2K
LQM21NN2R7K10 CS201212-2R7K
LQM21NN3R3K10 CS201212-3R3K
LQM21NN3R9K10 CS201212-3R9K
LQM21NN4R7K10 CS201212-4R7K
LQM21NNR10K10 CS201212-R10K
LQM21NNR12K10 CS201212-R12K
LQM21NNR15K10 CS201212-R15K
LQM21NNR18K10 CS201212-R18K
LQM21NNR22K10 CS201212-R22K
LQM21NNR27K10 CS201212-R27K
LQM21NNR33K10 CS201212-R33K
LQM21NNR39K10 CS201212-R39K
LQM21NNR47K10 CS201212-R47K
LQM21NNR56K10 CS201212-R56K
LQM21NNR68K10 CS201212-R68K
LQM21NNR82K10 CS201212-R82K
LQW15AN10NG00 CW160808-10NG
LQW15AN10NJ00 CW160808-10NJ
LQW15AN12NG00 CW160808-12NG
LQW15AN12NJ00 CW160808-12NJ
LQW15AN15NG00 CW160808-15NG
LQW15AN15NJ00 CW160808-15NJ
LQW15AN18NG00 CW160808-18NG
LQW15AN18NJ00 CW160808-18NJ
LQW15AN22NG00 CW160808-22NG
LQW15AN22NJ00 CW160808-22NJ
LQW15AN27NG00 CW160808-27NG
LQW15AN27NJ00 CW160808-27NJ
LQW15AN33NG00 CW160808-33NG
LQW15AN33NJ00 CW160808-33NJ
LQW15AN39NG00 CW160808-39NG
LQW15AN39NJ00 CW160808-39NJ
LQW15AN47NG00 CW160808-47NG
LQW15AN47NJ00 CW160808-47NJ
LQW15AN56NG00 CW160808-56NG
LQW15AN56NJ00 CW160808-56NJ
LQW15AN68NG00 CW160808-68NG
LQW15AN68NJ00 CW160808-68NJ
LQW15AN6N8G00 CW160808-6N8G
LQW15AN6N8J00 CW160808-6N8J
LQW15AN82NG00 CW160808-82NG
LQW15AN82NJ00 CW160808-82NJ
LQW15AN8N2G00 CW160808-8N2G
LQW15ANR10G00 CW160808-R10G
LQW15ANR10J00 CW160808-R10J
LQW15ANR12G00 CW160808-R12G
LQW15ANR12J00 CW160808-R12J
LQW15ANR15G00 CW160808-R15G
LQW15ANR15J00 CW160808-R15J
LQW15ANR18G00 CW160808-R18G
LQW15ANR18J00 CW160808-R18J
LQW15ANR22G00 CW160808-R22G
LQW15ANR22J00 CW160808-R22J
LQW1608A2N2D00 CW160808-2N2D
*LQW1608A3N9D00 CW160808-3N9D
*LQW1608A4N7D00 CW160808-4N7D
LQW1608A6N8D00 CW160808-6N8J
LQW1608A8N2D00 CW160808-8N2J
LQW1608A10NJ00 CW160808-10NJ
LQW1608A12NJ00 CW160808-12NJ
LQW1608A15NJ00 CW160808-15NJ
*LQW1608A18NJ00 CW160808-18NJ
LQW1608A22NJ00 CW160808-22NJ
LQW1608A27NJ00 CW160808-27NJ
LQW1608A33NJ00 CW160808-33NJ
LQW1608A39NJ00 CW160808-39NJ
LQW1608A47NJ00 CW160808-47NJ
LQW1608A56NJ00 CW160808-56NJ
LQW1608A68NJ00 CW160808-68NJ
LQW1608A82NJ00 CW160808-82NJ
LQW1608AR10J00 CW160808-R10J
LQW1608AR12J00 CW160808-R12J
LQW1608AR15J00 CW160808-R15J
LQW1608AR18J00 CW160808-R18J
LQW1608AR22J00 CW160808-R22J

NIC Components Bourns
NCB0805A102TR MZ2029-102Y
NCB0805A121TR MG2029-121Y
NCB0805A221TR MU2029-221Y
NCB0805A301TR MU2029-301Y
NCB0805A601TR MZ2029-601Y
NCB1206B151TR MG3261-151Y
NCB1206B601TR MU3261-601Y
NCB1206B601TR MZ3261-601Y
NCB1206C600TR MT3225-600Y
NCB1206E600TR MT3266-600Y

Panasonic Bourns
ELJFAR22M CM322522-R22M
ELJFAR27M CM322522-R27M
ELJFAR33M CM322522-R33M
ELJFAR39M CM322522-R39M
ELJFAR47M CM322522-R47M
ELJFAR56M CM322522-R56M
ELJFAR68M CM322522-R68M
ELJFAR82M CM322522-R82M
ELJFA1R0K CM322522-1R0K
ELJFA1R2K CM322522-1R2K
ELJFA1R5K CM322522-1R5K
ELJFA1R8K CM322522-1R8K
ELJFA2R2K CM322522-2R2K
ELJFA2R7K CM322522-2R7K
ELJFA3R3K CM322522-3R3K
ELJFA3R9K CM322522-3R9K
ELJFA4R7K CM322522-4R7K
ELJFA5R6K CM322522-5R6K
ELJFA6R8K CM322522-6R8K
ELJFA8R2K CM322522-8R2K
ELJFA100K CM322522-100K
ELJFA120K CM322522-120K
ELJFA150K CM322522-150K
ELJFA180K CM322522-180K
ELJFA220K CM322522-220K
ELJFA270K CM322522-270K
ELJFA330K CM322522-330K
ELJFA390K CM322522-390K
ELJFA470K CM322522-470K
ELJFA560K CM322522-560K
ELJFA680K CM322522-680K
ELJFA820K CM322522-820K
ELJFA101K CM322522-101K
ELJFA121K CM322522-121K
ELJFA151K CM322522-151K
ELJFA181K CM322522-181K
ELJFA221K CM322522-221K
ELJFB101K CM453232-101K
ELJFB121K CM453232-121K
ELJFB151K CM453232-151K
ELJFB181K CM453232-181K
ELJFB221K CM453232-221K
ELJFB271K CM453232-271K
ELJFB331K CM453232-331K
ELJFB391K CM453232-391K
ELJFB471K CM453232-471K
ELJFB561K CM453232-561K
ELJFB681K CM453232-681K
ELJFB100KF CM453232-100K
ELJFB101KF CM453232-101K
ELJFB102KF CM453232-102K
ELJFB120KF CM453232-120K
ELJFB121KF CM453232-121K
ELJFB150KF CM453232-150K
ELJFB151KF CM453232-151K
ELJFB180KF CM453232-180K
ELJFB181KF CM453232-181K
ELJFB1R0KF CM453232-1R0K
ELJFB1R2KF CM453232-1R2K
ELJFB1R5KF CM453232-1R5K
ELJFB1R8KF CM453232-1R8K
ELJFB220KF CM453232-220K
ELJFB221KF CM453232-221K
ELJFB270KF CM453232-270K
ELJFB271KF CM453232-271K
ELJFB2R2KF CM453232-2R2K
ELJFB2R7KF CM453232-2R7K
ELJFB330KF CM453232-330K
ELJFB331KF CM453232-331K
ELJFB390KF CM453232-390K
ELJFB391KF CM453232-391K
ELJFB3R3KF CM453232-3R3K
ELJFB3R9KF CM453232-3R9K
ELJFB470KF CM453232-470K
ELJFB471KF CM453232-471K
ELJFB4R7KF CM453232-4R7K
ELJFB560KF CM453232-560K
ELJFB561KF CM453232-561K
ELJFB5R6KF CM453232-5R6K
ELJFB680KF CM453232-680K
ELJFB681KF CM453232-681K
ELJFB6R8KF CM453232-6R8K
ELJFB820KF CM453232-820K

NIC Components Bourns
NCB0603R121TR MG1608-121Y
NCB0603R221TR MU1608-221Y
NCB0603R300TR MT1608-300Y
NCB0603R301TR MU1608-301Y
NCB0603R601TR MZ1608-601Y
NCB0603R800TR MG1608-800Y

* Physical equivalent. Electrical specs within 10% of competitor.
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Panasonic Bourns
ELJFB821KF CM453232-821K
ELJFB8R2KF CM453232-8R2K
ELJFBR22MF CM453232-R22M
ELJFBR27MF CM453232-R27M
ELJFBR33MF CM453232-R33M
ELJFBR39MF CM453232-R39M
ELJFBR47MF CM453232-R47M
ELJFBR56MF CM453232-R56M
ELJFBR68MF CM453232-R68M
ELJFBR82MF CM453232-R82M
ELJFCR22M CM453232-R22M
ELJFCR27M CM453232-R27M
ELJFCR33M CM453232-R33M
ELJFCR39M CM453232-R39M
ELJFCR47M CM453232-R47M
ELJFCR56M CM453232-R56M
ELJFCR68M CM453232-R68M
ELJFCR82M CM453232-R82M
ELJFC1R0K CM453232-1R0K
ELJFC1R2K CM453232-1R2K
ELJFC1R5K CM453232-1R5K
ELJFC1R8K CM453232-1R8K
ELJFC2R2K CM453232-2R2K
ELJFC2R7K CM453232-2R7K
ELJFC3R3K CM453232-3R3K
ELJFC3R9K CM453232-3R9K
ELJFC4R7K CM453232-4R7K
ELJFC5R6K CM453232-5R6K
ELJFC6R8K CM453232-6R8K
ELJFC8R2K CM453232-8R2K
ELJFC100K CM453232-100K
ELJFC120K CM453232-120K
ELJFC150K CM453232-150K
ELJFC180K CM453232-180K
ELJFC220K CM453232-220K
ELJFC270K CM453232-270K
ELJFC330K CM453232-330K
ELJFC390K CM453232-390K
ELJFC470K CM453232-470K
ELJFC560K CM453232-560K
ELJFC680K CM453232-680K
ELJFC820K CM453232-820K
ELJFC101K CM453232-101K
ELJNA100KF CM322522-100K
ELJNA101KF CM322522-101K
ELJNA120KF CM322522-120K
ELJNA121KF CM322522-121K
ELJNA150KF CM322522-150K
ELJNA151KF CM322522-151K
ELJNA180KF CM322522-180K
ELJNA181KF CM322522-181K
ELJNA1R0KF CM322522-1R0K
ELJNA1R2KF CM322522-1R2K
ELJNA1R5KF CM322522-1R5K
ELJNA1R8KF CM322522-1R8K
ELJNA220KF CM322522-220K
ELJNA221KF CM322522-221K
ELJNA270KF CM322522-270K
ELJNA2R2KF CM322522-2R2K
ELJNA2R7KF CM322522-2R7K
ELJNA330KF CM322522-330K
ELJNA390KF CM322522-390K
ELJNA3R3KF CM322522-3R3K
ELJNA3R9KF CM322522-3R9K
ELJNA470KF CM322522-470K
ELJNA47NMF CM322522-47NM
ELJNA4R7KF CM322522-4R7K
ELJNA560KF CM322522-560K
ELJNA56NMF CM322522-56NM
ELJNA5R6KF CM322522-5R6K
ELJNA680KF CM322522-680K
ELJNA68NMF CM322522-68NM
ELJNA6R8KF CM322522-6R8K
ELJNA820KF CM322522-820K
ELJNA82NMF CM322522-82NM
ELJNA8R2KF CM322522-8R2K
ELJNAR10MF CM322522-R10M
ELJNAR12MF CM322522-R12M
ELJNAR15MF CM322522-R15M
ELJNAR18MF CM322522-R18M
ELJNAR22MF CM322522-R22M
ELJNAR27MF CM322522-R27M
ELJNAR33MF CM322522-R33M
ELJNAR39MF CM322522-R39M
ELJNAR47MF CM322522-R47M
ELJNAR56MF CM322522-R56M
ELJNAR68MF CM322522-R68M
ELJNAR82MF CM322522-R82M
ELJNC100KF CM252016-100K
ELJNC101KF CM252016-101K
ELJNC10NKF CM252016-10NK
ELJNC120KF CM252016-120K
ELJNC12NKF CM252016-12NK
ELJNC150KF CM252016-150K
ELJNC15NKF CM252016-15NK
ELJNC180KF CM252016-180K

Panasonic Bourns
ELJNC18NKF CM252016-18NK
ELJNC1R0KF CM252016-1R0K
ELJNC1R2KF CM252016-1R2K
ELJNC1R5KF CM252016-1R5K
ELJNC1R8KF CM252016-1R8K
ELJNC220KF CM252016-220K
ELJNC22NKF CM252016-22NK
ELJNC270KF CM252016-270K
ELJNC27NKF CM252016-27NK
ELJNC2R2KF CM252016-2R2K
ELJNC2R7KF CM252016-2R7K
ELJNC330KF CM252016-330K
ELJNC33NKF CM252016-33NK
ELJNC390KF CM252016-390K
ELJNC39NKF CM252016-39NK
ELJNC3R3KF CM252016-3R3K
ELJNC3R9KF CM252016-3R9K
ELJNC470KF CM252016-470K
ELJNC47NKF CM252016-47NK
ELJNC4R7KF CM252016-4R7K
ELJNC560KF CM252016-560K
ELJNC56NKF CM252016-56NK
ELJNC5R6KF CM252016-5R6K
ELJNC680KF CM252016-680K
ELJNC68NKF CM252016-68NK
ELJNC6R8KF CM252016-6R8K
ELJNC820KF CM252016-820K
ELJNC82NKF CM252016-82NK
ELJNC8R2KF CM252016-8R2K
ELJNCR10KF CM252016-R10K
ELJNCR12KF CM252016-R12K
ELJNCR15KF CM252016-R15K
ELJNCR18KF CM252016-R18K
ELJNCR22MF CM252016-R22M
ELJNCR27MF CM252016-R27M
ELJNCR33MF CM252016-R33M
ELJNCR39MF CM252016-R39M
ELJNCR47MF CM252016-R47M
ELJNCR56MF CM252016-R56M
ELJNCR68MF CM252016-R68M
ELJNCR82MF CM252016-R82M
ELJND10NK CM201212-10NK
ELJND12NK CM201212-12NK
ELJND15NK CM201212-15NK
ELJND18NK CM201212-18NK
ELJND22NK CM201212-22NK
ELJND27NK CM201212-27NK
ELJND33NK CM201212-33NK
ELJND39NK CM201212-39NK
ELJND47NK CM201212-47NK
ELJND56NK CM201212-56NK
ELJND68NK CM201212-68NK
ELJND82NK CM201212-82NK
ELJNDR10K CM201212-R10K
ELJNDR12K CM201212-R12K
ELJNDR15K CM201212-R15K
ELJNDR18K CM201212-R18K
ELJNDR22K CM201212-R22K
ELJNDR27K CM201212-R27K
ELJNDR33K CM201212-R33K
ELJNDR39K CM201212-R39K
ELJNDR47K CM201212-R47K
ELJNDR56K CM201212-R56K
ELJNDR68K CM201212-R68K
ELJNDR82K CM201212-R82K
ELJND1R0K CM201212-1R0K
ELJNJ10NGF2 CW160808-10NG
ELJNJ10NJF2 CW160808-10NJ
ELJNJ12NGF2 CW160808-12NG
ELJNJ12NJF2 CW160808-12NJ
ELJNJ15NGF2 CW160808-15NG
ELJNJ15NJF2 CW160808-15NJ
ELJNJ18NGF2 CW160808-18NG
ELJNJ18NJF2 CW160808-18NJ
ELJNJ22NGF2 CW160808-22NG
ELJNJ22NJF2 CW160808-22NJ
ELJNJ27NGF2 CW160808-27NG
ELJNJ27NJF2 CW160808-27NJ
ELJNJ33NGF2 CW160808-33NG
ELJNJ33NJF2 CW160808-33NJ
ELJNJ39NGF2 CW160808-39NG
ELJNJ39NJF2 CW160808-39NJ
ELJNJ47NGF2 CW160808-47NG
ELJNJ47NJF2 CW160808-47NJ
ELJNJ56NGF2 CW160808-56NG
ELJNJ56NJF2 CW160808-56NJ
ELJNJ68NGF2 CW160808-68NG
ELJNJ68NJF2 CW160808-68NJ
ELJNJ6N8EF2 CW160808-6N8J
ELJNJ82NGF2 CW160808-82NG
ELJNJ82NJF2 CW160808-82NJ
ELJNJ8N2EF2 CW160808-8N2J
ELJNJR10GF2 CW160808-R10G
ELJNJR10JF2 CW160808-R10J
ELJNJR12GF2 CW160808-R12G
ELJNJR12JF2 CW160808-R12J

Panasonic Bourns
ELJNJR15GF2 CW160808-R15G
ELJNJR15JF2 CW160808-R15J
ELJNJR18GF2 CW160808-R18G
ELJNJR18JF2 CW160808-R18J
ELJNJR22GF2 CW160808-R22G
ELJNJR22JF2 CW160808-R22J
ELJRE1N5D CM201212-1N5D
ELJRE1N8D CM201212-1N8D
ELJRE2N2D CM201212-2N2D
ELJRE2N7D CM160808-2N7D
ELJRE3N3D CM160808-3N3D
ELJRE3N9J CM160808-3N9J
ELJRE4N7J CM160808-4N7J
ELJRE5N6J CM160808-5N6J
ELJRE6N8J CM160808-6N8J
ELJRE8N2J CM160808-8N2J
ELJRE10NJ CM160808-10NJ
ELJRE12NJ CM160808-12NJ
ELJRE15NJ CM160808-15NJ
ELJRE18NJ CM160808-18NJ
ELJRE22NJ CM160808-22NJ
ELJRE27NJ CM160808-27NJ
ELJRE33NJ CM160808-33NJ
ELJRE39NJ CM160808-39NJ
ELJRE47NJ CM160808-47NJ
ELJRE56NJ CM160808-56NJ
ELJRE68NJ CM160808-68NJ
ELJRE82NJ CM160808-82NJ
ELJRER10J CM160808-R10J
ELJRE10NJF2 CM160808-10NJ
ELJRE12NJF2 CM160808-12NJ
ELJRE15NJF2 CM160808-15NJ
ELJRE18NJF2 CM160808-18NJ
ELJRE1N5DF2 CM160808-1N5D
ELJRE1N8DF2 CM160808-1N8D
ELJRE22NJF2 CM160808-22NJ
ELJRE27NJF2 CM160808-27NJ
ELJRE2N2DF2 CM160808-2N2D
ELJRE2N7DF2 CM160808-2N7D
ELJRE33NJF2 CM160808-33NJ
ELJRE39NJF2 CM160808-39NJ
ELJRE3N3DF2 CM160808-3N3D
ELJRE3N9JF2 CM160808-3N9J
ELJRE47NJF2 CM160808-47NJ
ELJRE4N7JF2 CM160808-4N7J
ELJRE56NJF3 CM160808-56NJ
ELJRE5N6JF2 CM160808-5N6J
ELJRE68NJF3 CM160808-68NJ
ELJRE6N8JF2 CM160808-6N8J
ELJRE82NJF3 CM160808-82NJ
ELJRE8N2JF2 CM160808-8N2J
ELJRER10JF3 CM160808-R10J
ELJRF10NJF2 CM100505-10NJ
ELJRF12NJF2 CM100505-12NJ
ELJRF15NJF2 CM100505-15NJ
ELJRF18NJF2 CM100505-18NJ
ELJRF1N0DF2 CM100505-1N0D
ELJRF1N2DF2 CM100505-1N2D
ELJRF1N5DF2 CM100505-1N5D
ELJRF1N8DF2 CM100505-1N8D
ELJRF22NJF2 CM100505-22NJ
ELJRF27NJF2 CM100505-27NJ
ELJRF2N2DF2 CM100505-2N2D
ELJRF2N7DF2 CM100505-2N7D
ELJRF33NJF2 CM100505-33NJ
ELJRF39NJF2 CM100505-39NJ
ELJRF3N3DF2 CM100505-3N3D
ELJRF3N9DF2 CM100505-3N9D
ELJRF47NJF2 CM100505-47NJ
ELJRF4N7DF2 CM100505-4N7D
ELJRF5N6DF2 CM100505-5N6D
ELJRF6N8JF2 CM100505-6N8J
ELJRF8N2JF2 CM100505-8N2J
ELL4M100M SRR3011-100Y
ELL4M150M SRR3011-150Y
ELL4M1R5N SRR3011-1R5Y
ELL4M220M SRR3011-220Y
ELL4M3R3N SRR3011-3R3Y
ELL4M4R7N SRR3011-4R7Y
ELLATV100M SRU1038-100Y
ELLATV101M SRU1038-101Y
ELLATV150M SRU1038-150Y
ELLATV151M SRU1038-151Y
ELLATV1R5N SRU1038-1R5Y
ELLATV220M SRU1038-220Y
ELLATV221M SRU1038-221Y
ELLATV2R2N SRU1038-2R2Y
ELLATV330M SRU1038-330Y
ELLATV331M SRU1038-331Y
ELLATV470M SRU1038-470Y
ELLATV680M SRU1038-680Y

Pulse Bourns
PE-0603CD030KTT CW160808-3N9D
PE-0603CD040KTT CW160808-4N7D
PE-0603CD060KTT CW160808-6N8J
PE-0603CD080KTT CW160808-8N2J
PE-0603CD100KTT CW160808-10NJ
PE-0603CD120KTT CW160808-12NJ
PE-0603CD150KTT CW160808-15NJ
PE-0603CD180KTT CW160808-18NJ
PE-0603CD220KTT CW160808-22NJ
PE-0603CD270KTT CW160808-27NJ
PE-0603CD330KTT CW160808-33NJ
PE-0603CD390KTT CW160808-39NJ
PE-0603CD470KTT CW160808-47NJ
PE-0603CD560KTT CW160808-56NJ
PE-0603CD680KTT CW160808-68NJ
PE-0603CD820KTT CW160808-82NJ
PE-0603CD101KTT CW160808-R10J
PE-0603CD121KTT CW160808-R12J
PE-0603CD151KTT CW160808-R15J
PE-0603CD181KTT CW160808-R18J
PE-0603CD221KTT CW160808-R22J
PE-0603CD271KTT CW160808-R27J
PE-0805CD080KTT CW201212-8N2J
PE-0805CD120KTT CW201212-12NJ
PE-0805CD150KTT CW201212-15NJ
PE-0805CD180KTT CW201212-18NJ
PE-0805CD220KTT CW201212-22NJ
PE-0805CD270KTT CW201212-27NJ
PE-0805CD330KTT CW201212-33NJ
PE-0805CD390KTT CW201212-39NJ
PE-0805CD470KTT CW201212-47NJ
PE-0805CD560KTT CW201212-56NJ
PE-0805CD680KTT CW201212-68NJ
PE-0805CD820KTT CW201212-82NJ
PE-0805CD101KTT CW201212-R10J
PE-0805CD121KTT CW201212-R12J
PE-0805CD151KTT CW201212-R15J
PE-0805CD181KTT CW201212-R18J
PE-0805CD221KTT CW201212-R22J
PE-0805CD271KTT CW201212-R27J
PE-0805CD331KTT CW201212-R33J
*PE-0805CD391KTT CW201212-R39J
*PE-0805CD471KTT CW201212-R47J
*PE-1008CX080MTG CW252016-8N2K
PE-1008CX100MTG CW252016-10NK
PE-1008CX120MTG CW252016-12NK
PE-1008CX150MTG CW252016-15NK
PE-1008CX180MTG CW252016-18NK
PE-1008CX220MTG CW252016-22NK
PE-1008CX270KTG CW252016-27NK
PE-1008CX330KTG CW252016-33NK
PE-1008CX390KTG CW252016-39NK
PE-1008CX470KTG CW252016-47NK
PE-1008CX560KTG CW252016-56NJ
PE-1008CX680KTG CW252016-68NJ
PE-1008CX820KTG CW252016-82NJ
PE-1008CX101KTG CW252016-R10J
PE-1008CX121KTG CW252016-R12J
PE-1008CX151KTG CW252016-R15J
PE-1008CX181KTG CW252016-R18J
PE-1008CX221KTG CW252016-R22J
PE-1008CX271KTG CW252016-R27J
PE-1008CX331KTG CW252016-R33J
PE-1008CX391KTG CW252016-R39J
PE-1008CX471KTG CW252016-R47J
PE-1008CX561KTG CW252016-R56J
PE-1008CX681KTG CW252016-R68J
PE-1008CX821KTG CW252016-R82J
PE-1008CX102KTG CW252016-1R0J
PE-1008CX122KTG CW252016-1R2J
PE-1008CX152KTG CW252016-1R5J
PE-1008CX182 KTG CW252016-1R8J
PE-1008CX222KTG CW252016-2R2J
P0250.102T SDR1806-1R0M
P0250.103T SDR1806-100M
P0250.104T SDR1806-101K
P0250.105T SDR1806-102K
P0250.153T SDR1806-150M
P0250.154T SDR1806-151K
P0250.222T SDR1806-2R2M
P0250.223T SDR1806-220M
P0250.224T SDR1806-221K
P0250.332T SDR1806-3R3M
P0250.333T SDR1806-330M
P0250.334T SDR1806-331K
P0250.473T SDR1806-470M
P0250.474T SDR1806-471K
P0250.562T SDR1806-5R6M
P0250.683T SDR1806-680M
P0250.684T SDR1806-681K
P0751.102T SDR1005-1R0M
P0751.152T SDR1005-1R5M
P0751.222T SDR1005-2R5M
P0751.332T SDR1005-3R3M
P0751.472T SDR1005-4R7M
P0751.682T SDR1005-6R8M

Pulse Bourns
P0751.103T SDR1005-100M
P0751.153T SDR1005-150M
P0751.223T SDR1005-220M
P0751.333T SDR1005-330K
P0751.473T SDR1005-470K
P0751.683T SDR1005-680K
P0751.104T SDR1005-101K
P0751.154T SDR1005-151K
P0751.224T SDR1005-221K
P0751.334T SDR1005-331K
P0751.474T SDR1005-471K
P0751.684T SDR1005-681K
P0751.105T SDR1005-102K
P0751.103T SRR1206-100M
P0751.153T SRR1206-150M
P0751.223T SRR1206-220M
P0751.333T SRR1206-330Y
P0751.473T SRR1206-470Y
P0751.684T SRR1206-680Y
P0752.104T SRR1206-101Y
P0752.154T SRR1206-151K
P0752.224T SRR1206-221K
P0752.334T SRR1206-331K
P0752.474T SRR1206-471K
P0752.684T SRR1206-681K
P0770.102T SDR0703-1R0M
P0770.103T SDR0703-100K
P0770.104T SDR0703-101K
P0770.153T SDR0703-150K
P0770.154T SDR0703-151K
P0770.222T SDR0703-2R2M
P0770.223T SDR0703-220K
P0770.224T SDR0703-221K
P0770.332T SDR0703-3R3M
P0770.333T SDR0703-330K
P0770.472T SDR0703-4R7K
P0770.473T SDR0703-470K
P0770.682T SDR0703-6R8K
P0770.683T SDR0703-680K
P1174.102T SRR6603-1R0M
P1174.103T SRR6603-100M
P1174.104T SRR6603-101M
P1174.105T SRR6603-102M
P1174.152T SRR6603-1R5M
P1174.153T SRR6603-150M
P1174.154T SRR6603-151M
P1174.222T SRR6603-2R2M
P1174.224T SRR6603-221M
P1174.332T SRR6603-3R3M
P1174.333T SRR6603-330M
P1174.334T SRR6603-331M
P1174.472T SRR6603-4R7M
P1174.473T SRR6603-470M
P1174.474T SRR6603-471M
P1174.682T SRR6603-6R8M
P1174.683T SRR6603-680M
P1174.684T SRR6603-681M
P1252.103T SDR2207-120Y
P1252.332T SDR2207-4R7M
P1252.472T SDR2207-5R6M
P1252.781T SDR2207-R80M

Renco Bourns
RL-1608-1.0 SDR0703-1R0M
RL-1608-10 SDR0703-100K
RL-1608-100 SDR0703-101K
RL-1608-15 SDR0703-150K
RL-1608-150 SDR0703-151K
RL-1608-2.2 SDR0703-2R2M
RL-1608-22 SDR0703-220K
RL-1608-220 SDR0703-221K
RL-1608-3.3 SDR0703-3R3M
RL-1608-33 SDR0703-330K
RL-1608-330 SDR0703-331K
RL-1608-4.7 SDR0703-4R7K
RL-1608-47 SDR0703-470K
RL-1608-470 SDR0703-471K
RL-1608-6.8 SDR0703-6R8K
RL-1608-68 SDR0703-680K
RL-1608-680 SDR0703-681K
RL-1608-S-1.0 SRR6603-1R0M
RL-1608-S-1.5 SRR6603-1R5M
RL-1608-S-10 SRR6603-100M
RL-1608-S-100 SRR6603-101M
RL-1608-S-1000 SRR6603-102M
RL-1608-S-15 SRR6603-150M
RL-1608-S-150 SRR6603-151M
RL-1608-S-2.2 SRR6603-2R2M
RL-1608-S-220 SRR6603-221M
RL-1608-S-3.3 SRR6603-3R3M
RL-1608-S-33 SRR6603-330M
RL-1608-S-330 SRR6603-331M
RL-1608-S-4.7 SRR6603-4R7M
RL-1608-S-47 SRR6603-470M
RL-1608-S-470 SRR6603-471M

* Physical equivalent. Electrical specs within 10% of competitor.
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Renco Bourns
RL-1608-S-6.8 SRR6603-6R8M
RL-1608-S-68 SRR6603-680M
RL-1608-S-680 SRR6603-681M
RL-3316-1.0 SDR1005-1R0M
RL-3316-1.5 SDR1005-1R5M
RL-3316-100 SDR1005-100M
RL-3316-100 SDR1005-101K
RL-3316-1000 SDR1005-102K
RL-3316-150 SDR1005-150M
RL-3316-150 SDR1005-151K
RL-3316-220 SDR1005-220M
RL-3316-220 SDR1005-221K
RL-3316-3.3 SDR1005-3R3M
RL-3316-330 SDR1005-330K
RL-3316-330 SDR1005-331K
RL-3316-4.7 SDR1005-4R7M
RL-3316-470 SDR1005-470K
RL-3316-470 SDR1005-471K
RL-3316-6.8 SDR1005-6R8M
RL-3316-680 SDR1005-680K
RL-3316-680 SDR1005-681K
RL-3316-S-1.0 SRR1005-1R0M
RL-3316-S-1.5 SRR1005-1R5M
RL-3316-S-100 SRR1005-100M
RL-3316-S-120 SRR1005-120M
RL-3316-S-150 SRR1005-150M
RL-3316-S-180 SRR1005-180Y
RL-3316-S-2.2 SRR1005-2R2M
RL-3316-S-220 SRR1005-220Y
RL-3316-S-270 SRR1005-270Y
RL-3316-S-330 SRR1005-330Y
RL-3316-S-390 SRR1005-390Y
RL-3316-S-4.7 SRR1005-4R7M
RL-3316-S-470 SRR1005-470Y
RL-5022-1.0 SDR1806-1R0M
RL-5022-10 SDR1806-100M
RL-5022-100 SDR1806-101K
RL-5022-1000 SDR1806-102K
RL-5022-15 SDR1806-150M
RL-5022-150 SDR1806-151K
RL-5022-2.2 SDR1806-2R2M
RL-5022-22 SDR1806-220M
RL-5022-220 SDR1806-221K
RL-5022-3.3 SDR1806-3R3M
RL-5022-33 SDR1806-330M
RL-5022-330 SDR1806-331K
RL-5022-47 SDR1806-470M
RL-5022-470 SDR1806-471K
RL-5022-5.6 SDR1806-5R6M
RL-5022-68 SDR1806-680M
RL-5022-680 SDR1806-681K
RL-5022-S-10 SRR1806-100M
RL-5022-S-100 SRR1806-101M
RL-5022-S-100 SRR1806-102M
RL-5022-S-15 SRR1806-150M
RL-5022-S-150 SRR1806-151M
RL-5022-S-22 SRR1806-220M
RL-5022-S-220 SRR1806-221M
RL-5022-S-33 SRR1806-330M
RL-5022-S-330 SRR1806-331M
RL-5022-S-47 SRR1806-470M
RL-5022-S-470 SRR1806-471M
RL-5022-S-68 SRR1806-680M
RL-5022-S-680 SRR1806-681M
RL-6280-1-1.0 SDR0403-1R0M
RL-6280-1-1.4 SDR0403-1R4M
RL-6280-1-1.8 SDR0403-1R8M
RL-6280-1-10 SDR0403-100M
RL-6280-1-12 SDR0403-120M
RL-6280-1-15 SDR0403-150M
RL-6280-1-18 SDR0403-180M
RL-6280-1-2.2 SDR0403-2R2M
RL-6280-1-2.7 SDR0403-2R7M
RL-6280-1-22 SDR0403-220M
RL-6280-1-27 SDR0403-270K
RL-6280-1-3.3 SDR0403-3R3M
RL-6280-1-3.9 SDR0403-3R9M
RL-6280-1-33 SDR0403-330K
RL-6280-1-39 SDR0403-390K
RL-6280-1-4.7 SDR0403-4R7M
RL-6280-1-47 SDR0403-470K
RL-6280-1-5.6 SDR0403-5R6M
RL-6280-1-56 SDR0403-560K
RL-6280-1-6.8 SDR0403-6R8M
RL-6280-1-68 SDR0403-680K
RL-6280-1-8.2 SDR0403-8R2M
RL-6280-2-10 SDR0604-100M
RL-6280-2-100 SDR0604-101K
RL-6280-2-12 SDR0604-120M
RL-6280-2-120 SDR0604-121K
RL-6280-2-15 SDR0604-150Y
RL-6280-2-150 SDR0604-151K
RL-6280-2-18 SDR0604-180Y
RL-6280-2-180 SDR0604-181K
RL-6280-2-22 SDR0604-220Y
RL-6280-2-220 SDR0604-221K

Renco Bourns
RL-6280-2-27 SDR0604-270Y
RL-6280-2-33 SDR0604-330K
RL-6280-2-39 SDR0604-390K
RL-6280-2-47 SDR0604-470K
RL-6280-2-56 SDR0604-560K
RL-6280-2-68 SDR0604-680K
RL-6280-2-82 SDR0604-820K
RL-6280-4-10 SDR0805-100M
RL-6280-4-100 SDR0805-101K
RL-6280-4-12 SDR0805-120M
RL-6280-4-120 SDR0805-121K
RL-6280-4-15 SDR0805-150M
RL-6280-4-150 SDR0805-151K
RL-6280-4-18 SDR0805-180M
RL-6280-4-180 SDR0805-181K
RL-6280-4-22 SDR0805-220M
RL-6280-4-220 SDR0805-221K
RL-6280-4-27 SDR0805-270K
RL-6280-4-270 SDR0805-271K
RL-6280-4-33 SDR0805-330K
RL-6280-4-330 SDR0805-331K
RL-6280-4-39 SDR0805-390K
RL-6280-4-390 SDR0805-391K
RL-6280-4-47 SDR0805-470K
RL-6280-4-470 SDR0805-471K
RL-6280-4-56 SDR0805-560K
RL-6280-4-68 SDR0805-680K
RL-6280-4-82 SDR0805-820K
RL-6280-5-10 SDR1006-100M
RL-6280-5-100 SDR1006-101K
RL-6280-5-12 SDR1006-120M
RL-6280-5-120 SDR1006-121K
RL-6280-5-15 SDR1006-150M
RL-6280-5-150 SDR1006-151K
RL-6280-5-18 SDR1006-180M
RL-6280-5-180 SDR1006-181K
RL-6280-5-22 SDR1006-220M
RL-6280-5-220 SDR1006-221K
RL-6280-5-27 SDR1006-270K
RL-6280-5-270 SDR1006-271K
RL-6280-5-33 SDR1006-330K
RL-6280-5-330 SDR1006-331K
RL-6280-5-39 SDR1006-390K
RL-6280-5-390 SDR1006-391K
RL-6280-5-47 SDR1006-470K
RL-6280-5-470 SDR1006-471K
RL-6280-5-56 SDR1006-560K
RL-6280-5-560 SDR1006-561K
RL-6280-5-68 SDR1006-680K
RL-6280-5-680 SDR1006-681K
RL-6280-5-82 SDR1006-820K
RL-6280-5-820 SDR1006-821K

RFE Bourns
IC0604820K SDR0604-820K
IC06048R2M SDR0604-8R2M
IC0805100M SDR0805-100M
IC0805101K SDR0805-101K
IC0805102K SDR0805-102K
IC0805120M SDR0805-120M
IC0805121K SDR0805-121K
IC0805122K SDR0805-122K
IC0805150M SDR0805-150M
IC0805151K SDR0805-151K
IC0805152K SDR0805-152K
IC0805180M SDR0805-180M
IC0805181K SDR0805-181K
IC0805182K SDR0805-182K
IC0805220M SDR0805-220M
IC0805221K SDR0805-221K
IC0805222K SDR0805-222K
IC0805270K SDR0805-270K
IC0805271K SDR0805-271K
IC0805272K SDR0805-272K
IC0805330K SDR0805-330K
IC0805331K SDR0805-331K
IC0805332K SDR0805-332K
IC0805390K SDR0805-390K
IC0805391K SDR0805-391K
IC0805392K SDR0805-392K
IC0805470K SDR0805-470K
IC0805471K SDR0805-471K
IC0805472K SDR0805-472K
IC0805560K SDR0805-560K
IC0805561K SDR0805-561K
IC0805680K SDR0805-680K
IC0805681K SDR0805-681K
IC0805820K SDR0805-820K
IC0805821K SDR0805-821K
IC0906100M SDR0906-100M
IC0906101K SDR0906-101K
IC0906102K SDR0906-102K
IC0906103K SDR0906-103K
IC0906120M SDR0906-120M
IC0906121K SDR0906-121K
IC0906122K SDR0906-122K
IC0906150M SDR0906-150M
IC0906151K SDR0906-151K
IC0906152K SDR0906-152K
IC0906180M SDR0906-180M
IC0906181K SDR0906-181K
IC0906182K SDR0906-182K
IC0906220M SDR0906-220M
IC0906221K SDR0906-221K
IC0906222K SDR0906-222K
IC0906270K SDR0906-270K
IC0906271K SDR0906-271K
IC0906272K SDR0906-272K
IC0906330K SDR0906-330K
IC0906331K SDR0906-331K
IC0906332K SDR0906-332K
IC0906390K SDR0906-390K
IC0906391K SDR0906-391K
IC0906392K SDR0906-392K
IC0906470K SDR0906-470K
IC0906471K SDR0906-471K
IC0906472K SDR0906-472K
IC0906560K SDR0906-560K
IC0906561K SDR0906-561K
IC0906562K SDR0906-562K
IC0906680K SDR0906-680K
IC0906681K SDR0906-681K
IC0906682K SDR0906-682K
IC0906820K SDR0906-820K
IC0906821K SDR0906-821K
IC0906822K SDR0906-822K
IC1006100M SDR1006-100M
IC1006101K SDR1006-101K
IC1006120M SDR1006-120M
IC1006121K SDR1006-121K
IC1006150M SDR1006-150M
IC1006151K SDR1006-151K
IC1006180M SDR1006-180M
IC1006181K SDR1006-181K
IC1006220M SDR1006-220M
IC1006221K SDR1006-221K
IC1006270K SDR1006-270K
IC1006271K SDR1006-271K
IC1006330K SDR1006-330K
IC1006331K SDR1006-331K
IC1006390K SDR1006-390K
IC1006391K SDR1006-391K
IC1006470K SDR1006-470K
IC1006471K SDR1006-471K
IC1006560K SDR1006-560K
IC1006561K SDR1006-561K
IC1006680K SDR1006-680K
IC1006681K SDR1006-681K
IC1006820K SDR1006-820K
IC1006821K SDR1006-821K

RFE Bourns
ICL1608-10NJ CM160808-10NJ
ICL1608-12NJ CM160808-12NJ
ICL1608-15NJ CM160808-15NJ
ICL1608-18NJ CM160808-18NJ
ICL1608-1N5M CM160808-1N5D
ICL1608-1N8K CM160808-1N8D
ICL1608-22NJ CM160808-22NJ
ICL1608-27NJ CM160808-27NJ
ICL1608-2N2K CM160808-2N2D
ICL1608-2N7K CM160808-2N7D
ICL1608-33NJ CM160808-33NJ
ICL1608-39NJ CM160808-39NJ
ICL1608-3N3K CM160808-3N3D
ICL1608-3N9J CM160808-3N9J
ICL1608-47NJ CM160808-47NJ
ICL1608-4N7J CM160808-4N7J
ICL1608-56NJ CM160808-56NJ
ICL1608-5N6J CM160808-5N6J
ICL1608-68NJ CM160808-68NJ
ICL1608-6N8J CM160808-6N8J
ICL1608-82NJ CM160808-82NJ
ICL1608-8N2J CM160808-8N2J
ICL1608-R10J CM160808-R10J
ICS0804100M SRR0804-100M
ICS0804120M SRR0804-120M
ICS0804150M SRR0804-150M
ICS0804180Y SRR0804-180Y
ICS0804220Y SRR0804-220Y
ICS0804270Y SRR0804-270Y
ICS0804330Y SRR0804-330Y
ICS0804390Y SRR0804-390Y
ICS0804470K SRR0804-470K
ICS0804560K SRR0804-560K
ICS08045R0M SRR0804-5R0M
ICS0804680K SRR0804-680K
ICS08047R5M SRR0804-7R5M
ICS0804820K SRR0804-820K
ICS0805100M SRR0805-100M
ICS0805101K SRR0805-101K
ICS0805120M SRR0805-120M
ICS0805121K SRR0805-121K
ICS0805150M SRR0805-150M
ICS0805180Y SRR0805-180Y
ICS0805220Y SRR0805-220Y
ICS0805270Y SRR0805-270Y
ICS08052R2M SRR0805-2R2M
ICS0805330Y SRR0805-330Y
ICS0805390Y SRR0805-390Y
ICS08053R9M SRR0805-3R9M
ICS0805470Y SRR0805-470Y
ICS0805560K SRR0805-560K
ICS08055R6M SRR0805-5R6M
ICS0805680K SRR0805-680K
ICS0805820K SRR0805-820K
ICS08058R2M SRR0805-8R2M
ICS0906100M SRR0906-100M
ICS0906101Y SRR0906-101Y
ICS0906102Y SRR0906-102Y
ICS0906103Y SRR0906-103Y
ICS0906120M SRR0906-120M
ICS0906121Y SRR0906-121Y
ICS0906122Y SRR0906-122Y
ICS0906150M SRR0906-150M
ICS0906151Y SRR0906-151Y
ICS0906152Y SRR0906-152Y
ICS0906180M SRR0906-180M
ICS0906181Y SRR0906-181Y
ICS0906182Y SRR0906-182Y
ICS0906220M SRR0906-220M
ICS0906221Y SRR0906-221Y
ICS0906222Y SRR0906-222Y
ICS0906270M SRR0906-270M
ICS0906271Y SRR0906-271Y
ICS0906272Y SRR0906-272Y
ICS0906330M SRR0906-330M
ICS0906331Y SRR0906-331Y
ICS0906332Y SRR0906-332Y
ICS0906390M SRR0906-390M
ICS0906391Y SRR0906-391Y
ICS0906392Y SRR0906-392Y
ICS0906470M SRR0906-470M
ICS0906471Y SRR0906-471Y
ICS0906472Y SRR0906-472Y
ICS0906560M SRR0906-560M
ICS0906561Y SRR0906-561Y
ICS0906562Y SRR0906-562Y
ICS0906680M SRR0906-680M
ICS0906681Y SRR0906-681Y
ICS0906682Y SRR0906-682Y
ICS0906820M SRR0906-820M
ICS0906821Y SRR0906-821Y
ICS0906822Y SRR0906-822Y
ICS0908100M SRR0908-100M
ICS0908101Y SRR0908-101Y
ICS0908102Y SRR0908-102Y
ICS0908103Y SRR0908-103Y

RFE Bourns
ICS0908120M SRR0908-120M
ICS0908121Y SRR0908-121Y
ICS0908150M SRR0908-150M
ICS0908151Y SRR0908-151Y
ICS0908152Y SRR0908-152Y
ICS0908153Y SRR0908-153Y
ICS0908180M SRR0908-180M
ICS0908181Y SRR0908-181Y
ICS0908220M SRR0908-220M
ICS0908221Y SRR0908-221Y
ICS0908222Y SRR0908-222Y
ICS0908270M SRR0908-270M
ICS0908271Y SRR0908-271Y
ICS0908330M SRR0908-330M
ICS0908331Y SRR0908-331Y
ICS0908332Y SRR0908-332Y
ICS0908390M SRR0908-390M
ICS0908391Y SRR0908-391Y
ICS0908470M SRR0908-470M
ICS0908471Y SRR0908-471Y
ICS0908472Y SRR0908-472Y
ICS0908560M SRR0908-560M
ICS0908561Y SRR0908-561Y
ICS0908680M SRR0908-680M
ICS0908681Y SRR0908-681Y
ICS0908682Y SRR0908-682Y
ICS0908820M SRR0908-820M
ICS0908821Y SRR0908-821Y
ICS0908822Y SRR0908-822Y
ICS1005100M SRR1005-100M
ICS1005101K SRR1005-101K
ICS1005120M SRR1005-120M
ICS1005121K SRR1005-121K
ICS1005150M SRR1005-150M
ICS1005151K SRR1005-151K
ICS1005180Y SRR1005-180Y
ICS1005181K SRR1005-181K
ICS1005220Y SRR1005-220Y
ICS1005221K SRR1005-221K
ICS1005270Y SRR1005-270Y
ICS1005271K SRR1005-271K
ICS10052R2M SRR1005-2R2M
ICS1005330Y SRR1005-330Y
ICS1005331K SRR1005-331K
ICS1005390Y SRR1005-390Y
ICS1005391K SRR1005-391K
ICS10053R0M SRR1005-3R0M
ICS1005470Y SRR1005-470Y
ICS10054R7M SRR1005-4R7M
ICS1005560Y SRR1005-560Y
ICS1005680Y SRR1005-680Y
ICS10057R0M SRR1005-7R0M
ICS1005820Y SRR1005-820Y
ICS1205100M SRR1205-100M
ICS1205101K SRR1205-101K
ICS12052R5M SRR1205-2R5M
ICS12055R0M SRR1205-5R0M
ICS1206100M SRR1206-100M
ICS1206101Y SRR1206-101Y
ICS1206120M SRR1206-120M
ICS1206121Y SRR1206-121Y
ICS1206150M SRR1206-150M
ICS1206151K SRR1206-151K
ICS1206180M SRR1206-180M
ICS1206181K SRR1206-181K
ICS1206220M SRR1206-220M
ICS1206221K SRR1206-221K
ICS1206270M SRR1206-270M
ICS1206271K SRR1206-271K
ICS12062R5M SRR1206-2R5M
ICS1206330Y SRR1206-330Y
ICS1206331K SRR1206-331K
ICS1206390Y SRR1206-390Y
ICS1206391K SRR1206-391K
ICS1206470Y SRR1206-470Y
ICS1206471K SRR1206-471K
ICS1206560Y SRR1206-560Y
ICS1206561K SRR1206-561K
ICS12065R0M SRR1206-5R0M
ICS1206680Y SRR1206-680Y
ICS1206681K SRR1206-681K
ICS12067R5M SRR1206-7R5M
ICS1206820Y SRR1206-820Y
ICS1206821K SRR1206-821K
ICS1208100M SRR1208-100M
ICS1208101Y SRR1208-101Y
ICS1208102K SRR1208-102K
ICS1208120M SRR1208-120M
ICS1208121Y SRR1208-121Y
ICS1208150M SRR1208-150M
ICS1208151Y SRR1208-151Y
ICS1208180M SRR1208-180M
ICS1208181Y SRR1208-181Y
ICS1208220M SRR1208-220M
ICS1208221K SRR1208-221K
ICS1208270M SRR1208-270M

RFE Bourns
IC0603100M SDR0603-100M
IC0603120M SDR0603-120M
IC0603150M SDR0603-150M
IC0603180M SDR0603-180M
IC06031R5M SDR0603-1R5M
IC0603220M SDR0603-220M
IC0603270M SDR0603-270M
IC06032R5M SDR0603-2R5M
IC0603330K SDR0603-330K
IC0603390K SDR0603-390K
IC06033R3M SDR0603-3R3M
IC06033R9M SDR0603-3R9M
IC0603470K SDR0603-470K
IC06034R7M SDR0603-4R7M
IC0603560K SDR0603-560K
IC06035R0M SDR0603-5R0M
IC0603680K SDR0603-680K
IC06036R8M SDR0603-6R8M
IC06037R5M SDR0603-7R5M
IC0603820K SDR0603-820K
IC0604100M SDR0604-100M
IC0604101K SDR0604-101K
IC0604120M SDR0604-120M
IC0604121K SDR0604-121K
IC0604150Y SDR0604-150Y
IC0604151K SDR0604-151K
IC0604180Y SDR0604-180Y
IC0604181K SDR0604-181K
IC0604220Y SDR0604-220Y
IC0604221K SDR0604-221K
IC0604270Y SDR0604-270Y
IC0604330K SDR0604-330K
IC0604390K SDR0604-390K
IC06043R3M SDR0604-3R3M
IC06043R9M SDR0604-3R9M
IC0604470K SDR0604-470K
IC06044R7M SDR0604-4R7M
IC0604560K SDR0604-560K
IC06045R6M SDR0604-5R6M
IC0604680K SDR0604-680K
IC06046R8M SDR0604-6R8M

* Physical equivalent. Electrical specs within 10% of competitor.
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RFE Bourns
ICS1208271K SRR1208-271K
ICS12082R5M SRR1208-2R5M
ICS1208330Y SRR1208-330Y
ICS1208331K SRR1208-331K
ICS1208390Y SRR1208-390Y
ICS1208391K SRR1208-391K
ICS1208470Y SRR1208-470Y
ICS1208471K SRR1208-471K
ICS12084R5M SRR1208-4R5M
ICS1208560Y SRR1208-560Y
ICS1208561K SRR1208-561K
ICS1208680Y SRR1208-680Y
ICS1208681K SRR1208-681K
ICS12086R5M SRR1208-6R5M
ICS1208820Y SRR1208-820Y
ICS1208821K SRR1208-821K
ICW201010NJ CW201212-10NJ
ICW201012NJ CW201212-12NJ
ICW201015NJ CW201212-15NJ
ICW201018NJ CW201212-18NJ
ICW201022NJ CW201212-22NJ
ICW201027NJ CW201212-27NJ
ICW20102N2M CW201212-2N2J
ICW201033NJ CW201212-33NJ
ICW201039NJ CW201212-39NJ
ICW201047NJ CW201212-47NJ
ICW20104N7M CW201212-4N7J
ICW201056NJ CW201212-56NJ
ICW201068NJ CW201212-68NJ
ICW201082NJ CW201212-82NJ
ICW20108N2M CW201212-8N2J
ICW2010R10J CW201212-R10J
ICW2010R12J CW201212-R12J
ICW2010R15J CW201212-R15J
ICW2010R18J CW201212-R18J
ICW2010R22J CW201212-R22J
ICW252010NK CW252016-10NK
ICW252012NK CW252016-12NK
ICW252015NK CW252016-15NK
ICW252018NK CW252016-18NK
ICW25201R0J CW252016-1R0J
ICW25201R2J CW252016-1R2J
ICW25201R5J CW252016-1R5J
ICW25201R8J CW252016-1R8J
ICW252022NK CW252016-22NK
ICW252027NK CW252016-27NK
ICW252033NK CW252016-33NK
ICW252039NK CW252016-39NK
ICW252047NK CW252016-47NK
ICW252056NJ CW252016-56NJ
ICW252068NJ CW252016-68NJ
ICW252082NJ CW252016-82NJ
ICW2520R10J CW252016-R10J
ICW2520R12J CW252016-R12J
ICW2520R15J CW252016-R15J
ICW2520R18J CW252016-R18J
ICW2520R22J CW252016-R22J
ICW2520R27J CW252016-R27J
ICW2520R33J CW252016-R33J
ICW2520R39J CW252016-R39J
ICW2520R47J CW252016-R47J
ICW2520R56J CW252016-R56J
ICW2520R68J CW252016-R68J
ICW2520R82J CW252016-R82J
II1608K1R0 CS160808-1R0K
II1608K1R2 CS160808-1R2K
II1608K1R5 CS160808-1R5K
II1608K1R8 CS160808-1R8K
II1608K2R2 CS160808-2R2K
II1608K2R7 CS160808-2R7K
II1608K47M CS160808-47NK
II1608K68M CS160808-68NK
II1608K82M CS160808-82NK
II1608KR10 CS160808-R10K
II1608KR12 CS160808-R12K
II1608KR15 CS160808-R15K
II1608KR18 CS160808-R18K
II1608KR22 CS160808-R22K
II1608KR27 CS160808-R27K
II1608KR33 CS160808-R33K
II1608KR39 CS160808-R39K
II1608KR47 CS160808-R47K
II1608KR56 CS160808-R56K
II1608KR68 CS160808-R68K
II1608KR82 CS160808-R82K
II2012K100 CS201212-100K
II2012K120 CS201212-120K
II2012K150 CS201212-150K
II2012K180 CS201212-180K
II2012K1R0 CS201212-1R0K
II2012K1R2 CS201212-1R2K
II2012K1R5 CS201212-1R5K
II2012K1R8 CS201212-1R8K
II2012K220 CS201212-220K
II2012K270 CS201212-270K
II2012K2R2 CS201212-2R2K

RFE Bourns
II2012K2R7 CS201212-2R7K
II2012K330 CS201212-330K
II2012K3R3 CS201212-3R3K
II2012K3R9 CS201212-3R9K
II2012K47N CS201212-47NK
II2012K4R7 CS201212-4R7K
II2012K56N CS201212-56NK
II2012K5R6 CS201212-5R6K
II2012K68N CS201212-68NK
II2012K6R8 CS201212-6R8K
II2012K82N CS201212-82NK
II2012K8R2 CS201212-8R2K
II2012KR10 CS201212-R10K
II2012KR12 CS201212-R12K
II2012KR15 CS201212-R15K
II2012KR18 CS201212-R18K
II2012KR22 CS201212-R22K
II2012KR27 CS201212-R27K
II2012KR33 CS201212-R33K
II2012KR39 CS201212-R39K
II2012KR47 CS201212-R47K
II2012KR56 CS201212-R56K
II2012KR68 CS201212-R68K
II2012KR82 CS201212-R82K
II3216K100 CS321613-100K
II3216K120 CS321613-120K
II3216K150 CS321613-150K
II3216K180 CS321613-180K
II3216K1R0 CS321613-1R0K
II3216K1R2 CS321613-1R2K
II3216K1R5 CS321613-1R5K
II3216K1R8 CS321613-1R8K
II3216K220 CS321613-220K
II3216K270 CS321613-270K
II3216K2R2 CS321613-2R2K
II3216K2R7 CS321613-2R7K
II3216K330 CS321613-330K
II3216K3R3 CS321613-3R3K
II3216K3R9 CS321613-3R9K
II3216K47N CS321613-47NK
II3216K4R7 CS321613-4R7K
II3216K5R6 CS321613-5R6K
II3216K68N CS321613-68NK
II3216K6R8 CS321613-6R8K
II3216K82N CS321613-82NK
II3216K8R2 CS321613-8R2K
II3216KR10 CS321613-R10K
II3216KR12 CS321613-R12K
II3216KR15 CS321613-R15K
II3216KR18 CS321613-R18K
II3216KR22 CS321613-R22K
II3216KR27 CS321613-R27K
II3216KR33 CS321613-R33K
II3216KR39 CS321613-R39K
II3216KR47 CS321613-R47K
II3216KR56 CS321613-R56K
II3216KR68 CS321613-R68K
II3216KR82 CS321613-R82K
IIH2012F-10NJ CI201210-10NJ
IIH2012F-12NJ CI201210-12NJ
IIH2012F-15NJ CI201210-15NJ
IIH2012F-18NJ CI201210-18NJ
IIH2012F-1N5S CI201210-1N5D
IIH2012F-1N8S CI201210-1N8D
IIH2012F-22NJ CI201210-22NJ
IIH2012F-27NJ CI201210-27NJ
IIH2012F-2N2S CI201210-2N2D
IIH2012F-2N7S CI201210-2N7D
IIH2012F-33NJ CI201210-33NJ
IIH2012F-39NJ CI201210-39NJ
IIH2012F-3N3S CI201210-3N3D
IIH2012F-3N9S CI201210-3N9D
IIH2012F-47NJ CI201210-47NJ
IIH2012F-4N7S CI201210-4N7D
IIH2012F-56NJ CI201210-56NJ
IIH2012F-5N6S CI201210-5N6D
IIH2012F-68NJ CI201210-68NJ
IIH2012F-6N8J CI201210-6N8J
IIH2012F-82NJ CI201210-82NJ
IIH2012F-8N2J CI201210-8N2J
IIH2012F-R10J CI201210-R10J
IIH2012F-R12J CI201210-R12J
IIH2012F-R15J CI201210-R15J
IIH2012F-R18J CI201210-R18J
IIH2012F-R22J CI201210-R22J
IIH2012F-R27J CI201210-R27J
IIH2012F-R33J CI201210-R33J
IIH2012F-R39J CI201210-R39J
IIH2012F-R47J CI201210-R47J
IW4532100K CM453232-100K
IW4532101K CM453232-101K
IW4532102K CM453232-102K
IW4532120K CM453232-120K
IW4532121K CM453232-121K
IW4532150K CM453232-150K
IW4532151K CM453232-151K

RFE Bourns
IW4532180K CM453232-180K
IW4532181K CM453232-181K
IW45321R0K CM453232-1R0K
IW45321R2K CM453232-1R2K
IW45321R5K CM453232-1R5K
IW45321R8K CM453232-1R8K
IW4532220K CM453232-220K
IW4532221K CM453232-221K
IW4532270K CM453232-270K
IW4532271K CM453232-271K
IW45322R2K CM453232-2R2K
IW45322R7K CM453232-2R7K
IW4532330K CM453232-330K
IW4532331K CM453232-331K
IW4532390K CM453232-390K
IW4532391K CM453232-391K
IW45323R3K CM453232-3R3K
IW45323R9K CM453232-3R9K
IW4532470K CM453232-470K
IW4532471K CM453232-471K
IW45324R7K CM453232-4R7K
IW4532560K CM453232-560K
IW4532561K CM453232-561K
IW45325R6K CM453232-5R6K
IW4532680K CM453232-680K
IW4532681K CM453232-681K
IW45326R8K CM453232-6R8K
IW4532820K CM453232-820K
IW4532821K CM453232-821K
IW45328R2K CM453232-8R2K
IW4532R10M CM453232-R10M
IW4532R12M CM453232-R12M
IW4532R15M CM453232-R15M
IW4532R18M CM453232-R18M
IW4532R22M CM453232-R22M
IW4532R27M CM453232-R27M
IW4532R33M CM453232-R33M
IW4532R39M CM453232-R39M
IW4532R47M CM453232-R47M
IW4532R56M CM453232-R56M
IW4532R68M CM453232-R68M
IW4532R82M CM453232-R82M

SMD Inductors Bourns
0603LC-033N0-J CW160808-33NJ
0603LC-039N0-J CW160808-39NJ
0603LC-047N0-J CW160808-47NJ
0603LC-056N0-J CW160808-56NJ
0603LC-068N0-J CW160808-68NJ
0805LC-008N2-J CW201212-8N2J
0805LC-010N0-J CW201212-10NJ
0805LC-012N0-J CW201212-12NJ
0805LC-015N0-J CW201212-15NJ
0805LC-018N0-J CW201212-18NJ
0805LC-022N0-J CW201212-22NJ
0805LC-027N0-J CW201212-27NJ
0805LC-033N0-J CW201212-33NJ
0805LC-039N0-J CW201212-39NJ
0805LC-047N0-J CW201212-47NJ
0805LC-056N0-J CW201212-56NJ
0805LC-068N0-J CW201212-68NJ
0805LC-082N0-J CW201212-82NJ
0805LC100N0-J CW201212-R10J
0805LC-120N0-J CW201212-R12J
0805LC-150N0-J CW201212-R15J
0805LC-180N0-J CW201212-R18J

Sumida Bourns
CD73-331 SDR7030-331K
CD73-470 SDR7030-470K
CD73-680 SDR7030-680K
CDRH103R-100 SRU1028-100Y
CDRH103R-101 SRU1028-101Y
CDRH103R-121 SRU1028-121Y
CDRH103R-150 SRU1028-150Y
CDRH103R-151 SRU1028-151Y
CDRH103R-1R5 SRU1028-1R5Y
CDRH103R-220 SRU1028-220Y
CDRH103R-2R2 SRU1028-2R2Y
CDRH103R-330 SRU1028-330Y
CDRH103R-3R3 SRU1028-3R3Y
CDRH103R-470 SRU1028-470Y
CDRH103R-4R7 SRU1028-4R7Y
CDRH103R-560 SRU1028-560Y
CDRH103R-680 SRU1028-680Y
CDRH103R-6R8 SRU1028-6R8Y
CDRH103R-820 SRU1028-820Y
CDRH103R-8R2 SRU1028-8R2Y
CDRH103R-R80 SRU1028-R80Y
CDRH104-100 SRU1038-100Y
CDRH104-101 SRU1038-101Y
CDRH104-150 SRU1038-150Y
CDRH104-151 SRU1038-151Y
CDRH104-1R5 SRU1038-1R5Y
CDRH104-220 SRU1038-220Y
CDRH104-221 SRU1038-221Y
CDRH104-330 SRU1038-330Y
CDRH104-331 SRU1038-331Y
CDRH104-470 SRU1038-470Y
CDRH104-680 SRU1038-680Y
CDRH105R-100 SRU1048-100Y
CDRH105R-101 SRU1048-101Y
CDRH105R-150 SRU1048-150Y
CDRH105R-151 SRU1048-151Y
CDRH105R-1R5 SRU1048-1R5Y
CDRH105R-220 SRU1048-220Y
CDRH105R-221 SRU1048-221Y
CDRH105R-2R2 SRU1048-2R2Y
CDRH105R-330 SRU1048-330Y
CDRH105R-331 SRU1048-331Y
CDRH105R-3R0 SRU1048-3R0Y
CDRH105R-470 SRU1048-470Y
CDRH105R-4R7 SRU1048-4R7Y
CDRH105R-560 SRU1048-560Y
CDRH105R-680 SRU1048-680Y
CDRH105R-6R8 SRU1048-6R8Y
CDRH105R-820 SRU1048-820Y
CDRH105R-8R2 SRU1048-8R2Y
CDRH105R-R80 SRU1048-R80Y
CDRH124-100 SRR1240-100M
CDRH124-101 SRR1240-101M
CDRH124-150 SRR1240-150M
CDRH124-220 SRR1240-220M
CDRH124-330 SRR1240-330M
CDRH124-470 SRR1240-470M
CDRH124-680 SRR1240-680M
CDRH124-6R8 SRR1240-6R8M
CDRH1257R5 SRR1206-7R5M
CDRH125100 SRR1206-100M
CDRH125120 SRR1206-120M
CDRH125150 SRR1206-150M
CDRH125180 SRR1206-180M
CDRH125220 SRR1206-220M
CDRH125270 SRR1206-270M
CDRH125330 SRR1206-330Y
CDRH125390 SRR1206-390Y
CDRH125470 SRR1206-470Y
CDRH125560 SRR1206-560Y
CDRH125680 SRR1206-680Y
CDRH125750 SRR1206-820Y
CDRH125101 SRR1206-101Y
CDRH125121 SRR1206-121Y
CDRH125151 SRR1206-151K
CDRH125181 SRR1206-181K
CDRH125221 SRR1206-221K
CDRH125271 SRR1206-271K
CDRH125331 SRR1206-331K
CDRH125391 SRR1206-391K
CDRH125471 SRR1206-471K
CDRH125561 SRR1206-561K
CDRH125681 SRR1206-681K
CDRH125821 SRR1206-821K
CDRH1272R4 SRR1208-2R5M
CDRH1274R7 SRR1208-4R5M
CDRH1276R1 SRR1208-6R5M
CDRH127100 SRR1208-100M
CDRH127120 SRR1208-120M
CDRH127150 SRR1208-150M
CDRH127180 SRR1208-180M
CDRH127220 SRR1208-220M
CDRH127270 SRR1208-270M
CDRH127330 SRR1208-330Y
CDRH127390 SRR1208-390Y
CDRH127470 SRR1208-470Y

Steward Bourns
HI1206N800R-00 MH3261-800Y
HI1806N750R-00 MH4516-750Y
IH0402B100R-00 CI100505-10NJ
IH0402B6D8R-00 CI100505-6N8J
IH0402B8D2R-00 CI100505-8N2J
IH0402C2D7R-00 CI100505-2N7D
IH0402C3D3R-00 CI100505-3N3D
IH0402C3D9R-00 CI100505-3N9D
IH0402C4D7R-00 CI100505-4N7D
IH0402C5D6R-00 CI100505-5N6D
IH0402D1D5R-00 CI100505-1N5D
IH0402D1D8R-00 CI100505-1N8D
IH0402D2D2R-00 CI100505-2N2D
IH0603A330R-00 CI160808-33NJ
IH0603A390R-00 CI160808-39NJ
IH0603A470R-00 CI160808-47NJ
IH0603A560R-00 CI160808-56NJ
IH0603B100R-00 CI160808-10NJ
IH0603B120R-00 CI160808-12NJ
IH0603B150R-00 CI160808-15NJ
IH0603B180R-00 CI160808-18NJ
IH0603B220R-00 CI160808-22NJ
IH0603B270R-00 CI160808-27NJ
IH0603B4R7D-00 CI160808-4N7D
IH0603B5R6D-00 CI160808-5N6D
IH0603B6D8R-00 CI160808-6N8J
IH0603B8D2R-00 CI160808-8N2J
IH0603C2D7R-00 CI160808-2N7D
IH0603C3D3R-00 CI160808-3N3D
IH0603C3R9R-00 CI160808-3N9D
IH0603D1D5R-00 CI160808-1N5D
IH0603D1D8R-00 CI160808-1N8D
IH0603D2D2R-00 CI160808-2N2D
IH0805A101R-00 CI201210-R10J
IH0805A121R-00 CI201210-R12J
IH0805A151R-00 CI201210-R15J
IH0805A181R-00 CI201210-R18J
IH0805A390R-00 CI201210-39NJ
IH0805A470R-00 CI201210-47NJ
IH0805A560R-00 CI201210-56NJ
IH0805A680R-00 CI201210-68NJ
IH0805A820R-00 CI201210-82NJ
IH0805B100R-00 CI201210-10NJ
IH0805B120R-00 CI201210-12NJ
IH0805B150R-00 CI201210-15NJ
IH0805B180R-00 CI201210-18NJ
IH0805B220R-00 CI201210-22NJ
IH0805B270R-00 CI201210-27NJ
IH0805B330R-00 CI201210-33NJ
IH0805C4D7R-00 CI201210-4N7D
IH0805C5D6R-00 CI201210-5N6D
IH0805C6D8R-00 CI201210-6N8J
IH0805C8D2R-00 CI201210-8N2J
IH0805D1D5R-00 CI201210-1N5D
IH0805D1D8R-00 CI201210-1N8D
IH0805D2D2R-00 CI201210-2N2D
IH0805D2D7R-00 CI201210-2N7D
IH0805D3D7R-00 CI201210-3N3D
IH0805D3D9R-00 CI201210-
3N9DMI0805J0707R-00 MH2029-070Y
MI1812K121R-00 MH4532-121Y

Sumida Bourns
CD73-100 SDR7030-100M
CD73-101 SDR7030-101K
CD73-150 SDR7030-150M
CD73-151 SDR7030-151K
CD73-220 SDR7030-220M
CD73-221 SDR7030-221K
CD73-330 SDR7030-330M

Siemens Bourns
B82464-A4103-M SDR1045-100M
B82464-A4104-K SDR1045-101K
B82464-A4105-K SDR1045-102K
B82464-A4153-K SDR1045-150M
B82464-A4154-K SDR1045-151K
B82464-A4223-K SDR1045-220M
B82464-A4224-K SDR1045-221K
B82464-A4333-K SDR1045-330M
B82464-A4334-K SDR1045-331K
B82464-A4472-M SDR1045-4R5M
B82464-A4473-K SDR1045-470M
B82464-A4474-K SDR1045-471K
B82464-A4682-M SDR1045-6R8M
B82464-A4683-K SDR1045-680M
B82464-A4684-K SDR1045-681K
B82464-G4103-M SRU1048-100Y
B82464-G4104-M SRU1048-101Y
B82464-G4152-M SRU1048-1R5Y
B82464-G4153-M SRU1048-150Y
B82464-G4154-M SRU1048-151Y
B82464-G4222-M SRU1048-2R2Y
B82464-G4223-M SRU1048-220Y
B82464-G4224-M SRU1048-221Y
B82464-G4333-M SRU1048-330Y
B82464-G4334-M SRU1048-331Y
B82464-G4472-M SRU1048-4R7Y
B82464-G4473-M SRU1048-470Y
B82464-G4682-M SRU1048-6R8Y
B82464-G4683-M SRU1048-680Y
B82472-G4103-M SRR7032-100M
B82472-G4104-M SRR7032-101M
B82472-G4153-M SRR7032-150M
B82472-G4154-M SRR7032-151M
B82472-G4223-M SRR7032-220M
B82472-G4224-M SRR7032-221M
B82472-G4332-M SRR7032-3R3M
B82472-G4333-M SRR7032-330M
B82472-G4472-M SRR7032-4R7M
B82472-G4473-M SRR7032-470M
B82472-G4682-M SRR7032-6R8M
B82472-G4683-M SRR7032-680M

SMD Inductors Bourns
0603LC-006N8-J CW160808-6N8J
0603LC-010N0-J CW160808-10NJ
0603LC-012N0-J CW160808-12NJ
0603LC-015N0-J CW160808-15NJ
0603LC-018N0-J CW160808-18NJ
0603LC-022N0-J CW160808-22NJ
0603LC-027N0-J CW160808-27NJ

* Physical equivalent. Electrical specs within 10% of competitor.
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Sumida Bourns
CDRH127560 SRR1208-560Y
CDRH127680 SRR1208-680Y
CDRH127820 SRR1208-820Y
CDRH127101 SRR1208-101Y
CDRH127221 SRR1208-221K
CDRH127331 SRR1208-331K
CDRH127471 SRR1208-471K
CDRH127102 SRR1208-102K
CDRH2D11-100 SRU3011-100Y
CDRH2D11-1R5 SRU3011-1R5Y
CDRH2D11-2R5 SRU3011-2R5Y
CDRH2D11-3R3 SRU3011-3R3Y
CDRH2D11-4R7 SRU3011-4R7Y
CDRH2D11-6R8 SRU3011-6R8Y
CDRH4D18-100 SRU5018-100Y
CDRH4D18-150 SRU5018-150Y
CDRH4D18-1R0 SRU5018-1R0Y
CDRH4D18-220 SRU5018-220Y
CDRH4D18-2R2 SRU5018-2R2Y
CDRH4D18-330 SRU5018-330Y
CDRH4D18-4R7 SRU5018-4R7Y
CDRH4D18-6R8 SRU5018-6R8Y
CDRH5D16F/LD-150NC SRU5016-150Y
CDRH5D16F/LD-200NC SRU5016-100Y
CDRH5D16F/LD-220NC SRU5016-220Y
CDRH5D16F/LD-330NC SRU5016-330Y
CDRH5D16F/LD-470NC SRU5016-470Y
CDRH5D16F/LD-4R7NC SRU5016-4R7Y
CDRH5D16F/LD-6R8NC SRU5016-6R8Y
CDRH64B—100MC SRR0604-100M
CDRH64B—101MC SRR0604-101K
CDRH64B—102MC SRR0604-102K
CDRH64B—150MC SRR0604-150M
CDRH64B—151MC SRR0604-151K
CDRH64B—220MC SRR0604-220M
CDRH64B—221MC SRR0604-221K
CDRH64B—330MC SRR0604-330K
CDRH64B—331MC SRR0604-331K
CDRH64B—470MC SRR0604-470K
CDRH64B—471MC SRR0604-471K
CDRH64B—680MC SRR0604-680K
CDRH64B—681MC SRR0604-681K
CDRH73-100 SRR7032-100M
CDRH73-101 SRR7032-101M
CDRH73-102 SRR7032-102M
CDRH73-150 SRR7032-150M
CDRH73-151 SRR7032-151M
CDRH73-220 SRR7032-220M
CDRH73-221 SRR7032-221M
CDRH73-330 SRR7032-330M
CDRH73-331 SRR7032-331M
CDRH73-470 SRR7032-470M
CDRH73-471 SRR7032-471M
CDRH73-680 SRR7032-680M
CDRH73-681 SRR7032-681M
CDRH74-100 SRR7045-100M
CDRH74-101 SRR7045-101M
CDRH74-102 SRR7045-102M
CDRH74-150 SRR7045-150M
CDRH74-151 SRR7045-151M
CDRH74-220 SRR7045-220M
CDRH74-221 SRR7045-221M
CDRH74-330 SRR7045-330M
CDRH74-331 SRR7045-331M
CDRH74-470 SRR7045-470M
CDRH74-471 SRR7045-471M
CDRH74-680 SRR7045-680M
CDRH74-681 SRR7045-681M
CLS4D11-100 SRU5011-100Y
CLS4D11-101 SRU5011-101Y
CLS4D11-150 SRU5011-150Y
CLS4D11-1R5 SRU5011-1R5Y
CLS4D11-220 SRU5011-220Y
CLS4D11-2R5 SRU5011-2R5Y
CLS4D11-330 SRU5011-330Y
CLS4D11-3R3 SRU5011-3R3Y
CLS4D11-470 SRU5011-470Y
CLS4D11-4R7 SRU5011-4R7Y
CLS4D11-680 SRU5011-680Y
CLS4D11-6R8 SRU5011-6R8Y
CR43-100 SDR0403-100M
CR43-101 SDR0403-101K
CR43-120 SDR0403-120M
CR43-121 SDR0403-121K
CR43-150 SDR0403-150M
CR43-151 SDR0403-151K
CR43-180 SDR0403-180M
CR43-181 SDR0403-181K
CR43-1R0 SDR0403-1R0M
CR43-1R4 SDR0403-1R4M
CR43-1R8 SDR0403-1R8M
CR43-220 SDR0403-220M
CR43-221 SDR0403-221K
CR43-270 SDR0403-270K
CR43-271 SDR0403-271K
CR43-2R2 SDR0403-2R2M

Sumida Bourns
CR43-2R7 SDR0403-2R7M
CR43-330 SDR0403-330K
CR43-390 SDR0403-390K
CR43-3R3 SDR0403-3R3M
CR43-3R9 SDR0403-3R9M
CR43-470 SDR0403-470K
CR43-4R7 SDR0403-4R7M
CR43-560 SDR0403-560K
CR43-5R6 SDR0403-5R6M
CR43-680 SDR0403-680K
CR43-6R8 SDR0403-6R8M
CR43-820 SDR0403-820K
CR43-8R2 SDR0403-8R2M
CR75-100 SDR0805-100M
CR75-101 SDR0805-101K
CR75-120 SDR0805-120M
CR75-121 SDR0805-121K
CR75-150 SDR0805-150M
CR75-151 SDR0805-151K
CR75-180 SDR0805-180M
CR75-181 SDR0805-181K
CR75-220 SDR0805-220M
CR75-221 SDR0805-221K
CR75-270 SDR0805-270K
CR75-271 SDR0805-271K
CR75-330 SDR0805-330K
CR75-331 SDR0805-331K
CR75-390 SDR0805-390K
CR75-391 SDR0805-391K
CR75-470 SDR0805-470K
CR75-471 SDR0805-471K
CR75-560 SDR0805-560K
CR75-680 SDR0805-680K
CR75-820 SDR0805-820K
SCI-B1005-10NJJT CI100505-10NJ
SCI-B1005-12NJJT CI100505-12NJ
SCI-B1005-15NJJT CI100505-15NJ
SCI-B1005-18NJJT CI100505-18NJ
SCI-B1005-1N0SJT CI100505-1N0D
SCI-B1005-1N2SJT CI100505-1N2D
SCI-B1005-1N5SJT CI100505-1N5D
SCI-B1005-1N8SJT CI100505-1N8D
SCI-B1005-22NJJT CI100505-22NJ
SCI-B1005-27NJJT CI100505-27NJ
SCI-B1005-2N2SJT CI100505-2N2D
SCI-B1005-2N7SJT CI100505-2N7D
SCI-B1005-33NJJT CI100505-33NJ
SCI-B1005-39NJJT CI100505-39NJ
SCI-B1005-3N3SJT CI100505-3N3D
SCI-B1005-3N9SJT CI100505-3N9D
SCI-B1005-47NJJT CI100505-47NJ
SCI-B1005-4N7SJT CI100505-4N7D
SCI-B1005-56NJJT CI100505-56NJ
SCI-B1005-5N6SJT CI100505-5N6D
SCI-B1005-68NJJT CI100505-68NJ
SCI-B1005-6N8JJT CI100505-6N8J
SCI-B1005-82NJJT CI100505-82NJ
SCI-B1005-8N2JJT CI100505-8N2J
SCI-B1005-R10JJT CI100505-R10J
SCI-B1608-10NJJT CI160808-10NJ
SCI-B1608-12NJJT CI160808-12NJ
SCI-B1608-15NJJT CI160808-15NJ
SCI-B1608-18NJJT CI160808-18NJ
SCI-B1608-1N0SJT CI160808-1N0D
SCI-B1608-1N2SJT CI160808-1N2D
SCI-B1608-1N5SJT CI160808-1N5D
SCI-B1608-1N8SJT CI160808-1N8D
SCI-B1608-22NJJT CI160808-22NJ
SCI-B1608-27NJJT CI160808-27NJ
SCI-B1608-2N2SJT CI160808-2N2D
SCI-B1608-2N7SJT CI160808-2N7D
SCI-B1608-33NJJT CI160808-33NJ
SCI-B1608-39NJJT CI160808-39NJ
SCI-B1608-3N3SJT CI160808-3N3D
SCI-B1608-3N9SJT CI160808-3N9D
SCI-B1608-47NJJT CI160808-47NJ
SCI-B1608-4N7SJT CI160808-4N7D
SCI-B1608-56NJJT CI160808-56NJ
SCI-B1608-5N6SJT CI160808-5N6D
SCI-B1608-68NJJT CI160808-68NJ
SCI-B1608-6N8JJT CI160808-6N8J
SCI-B1608-82NJJT CI160808-82NJ
SCI-B1608-8N2JJT CI160808-8N2J
SCI-B1608-R10JJT CI160808-R10J
SCI-B1608-R12JJT CI160808-R12J
SCI-B1608-R15JJT CI160808-R15J
SCI-B1608-R18JJT CI160808-R18J
SCI-B1608-R22JJT CI160808-R22J
SCI-B1608-R27JJT CI160808-R27J
SCI-B2012-10NJJT CI201210-10NJ
SCI-B2012-12NJJT CI201210-12NJ
SCI-B2012-15NJJT CI201210-15NJ
SCI-B2012-18NJJT CI201210-18NJ
SCI-B2012-1N0SJT CI201210-1N0D
SCI-B2012-1N2SJT CI201210-1N2D
SCI-B2012-1N5SJT CI201210-1N5D

Sumida Bourns
SCI-B2012-1N8SJT CI201210-1N8D
SCI-B2012-22NJJT CI201210-22NJ
SCI-B2012-27NJJT CI201210-27NJ
SCI-B2012-2N2SJT CI201210-2N2D
SCI-B2012-2N7SJT CI201210-2N7D
SCI-B2012-33NJJT CI201210-33NJ
SCI-B2012-39NJJT CI201210-39NJ
SCI-B2012-3N3SJT CI201210-3N3D
SCI-B2012-3N9SJT CI201210-3N9D
SCI-B2012-47NJJT CI201210-47NJ
SCI-B2012-4N7SJT CI201210-4N7D
SCI-B2012-56NJJT CI201210-56NJ
SCI-B2012-5N6SJT CI201210-5N6D
SCI-B2012-68NJJT CI201210-68NJ
SCI-B2012-6N8JJT CI201210-6N8J
SCI-B2012-82NJJT CI201210-82NJ
SCI-B2012-8N2JJT CI201210-8N2J
SCI-B2012-R10JJT CI201210-R10J
SCI-B2012-R12JJT CI201210-R12J
SCI-B2012-R15JJT CI201210-R15J
SCI-B2012-R18JJT CI201210-R18J
SCI-B2012-R22JJT CI201210-R22J
SCI-B2012-R27JJT CI201210-R27J
SCI-B2012-R33JJT CI201210-R33J
SCI-B2012-R39JJT CI201210-R39J
SCI-B2012-R47JJT CI201210-R47J
SDR1006-100 SDR1006-100M
SDR1006-101 SDR1006-101K
SDR1006-120 SDR1006-120M
SDR1006-121 SDR1006-121K
SDR1006-150 SDR1006-150M
SDR1006-151 SDR1006-151K
SDR1006-180 SDR1006-180M
SDR1006-181 SDR1006-181K
SDR1006-220 SDR1006-220M
SDR1006-221 SDR1006-221K
SDR1006-270 SDR1006-270K
SDR1006-271 SDR1006-271K
SDR1006-330 SDR1006-330K
SDR1006-331 SDR1006-331K
SDR1006-390 SDR1006-390K
SDR1006-391 SDR1006-391K
SDR1006-470 SDR1006-470K
SDR1006-471 SDR1006-471K
SDR1006-560 SDR1006-560K
SDR1006-561 SDR1006-561K
SDR1006-680 SDR1006-680K
SDR1006-681 SDR1006-681K
SDR1006-820 SDR1006-820K
SDR1006-821 SDR1006-821K
SFI-A1608-1R0KJT CS160808-1R0K
SFI-A1608-1R2KJT CS160808-1R2K
SFI-A1608-1R5KJT CS160808-1R5K
SFI-A1608-1R8KJT CS160808-1R8K
SFI-A1608-27NKJT CS160808-27NK
SFI-A1608-2R2KJT CS160808-2R2K
SFI-A1608-2R7KJT CS160808-2R7K
SFI-A1608-47NKJT CS160808-47NK
SFI-A1608-56NKJT CS160808-56NK
SFI-A1608-68NKJT CS160808-68NK
SFI-A1608-82NKJT CS160808-82NK
SFI-A1608-R10KJT CS160808-R10K
SFI-A1608-R12KJT CS160808-R12K
SFI-A1608-R15KJT CS160808-R15K
SFI-A1608-R18KJT CS160808-R18K
SFI-A1608-R22KJT CS160808-R22K
SFI-A1608-R27KJT CS160808-R27K
SFI-A1608-R33KJT CS160808-R33K
SFI-A1608-R39KJT CS160808-R39K
SFI-A1608-R47KJT CS160808-R47K
SFI-A1608-R56KJT CS160808-R56K
SFI-A1608-R68KJT CS160808-R68K
SFI-A1608-R82KJT CS160808-R82K
SFI-A2012-100KJT CS201212-100K
SFI-A2012-120KJT CS201212-120K
SFI-A2012-150KJT CS201212-150K
SFI-A2012-180KJT CS201212-180K
SFI-A2012-1R0KJT CS201212-1R0K
SFI-A2012-1R2KJT CS201212-1R2K
SFI-A2012-1R5KJT CS201212-1R5K
SFI-A2012-1R8KJT CS201212-1R8K
SFI-A2012-220KJT CS201212-220K
SFI-A2012-270KJT CS201212-270K
SFI-A2012-2R2KJT CS201212-2R2K
SFI-A2012-2R7KJT CS201212-2R7K
SFI-A2012-330KJT CS201212-330K
SFI-A2012-3R3KJT CS201212-3R3K
SFI-A2012-3R9KJT CS201212-3R9K
SFI-A2012-47NKJT CS201212-47NK
SFI-A2012-4R7KJT CS201212-4R7K
SFI-A2012-56NKJT CS201212-56NK
SFI-A2012-5R6KJT CS201212-5R6K
SFI-A2012-68NKJT CS201212-68NK
SFI-A2012-6R8KJT CS201212-6R8K
SFI-A2012-82NKJT CS201212-82NK
SFI-A2012-8R2KJT CS201212-8R2K

Sumida Bourns
SFI-A2012-R10KJT CS201212-R10K
SFI-A2012-R12KJT CS201212-R12K
SFI-A2012-R15KJT CS201212-R15K
SFI-A2012-R18KJT CS201212-R18K
SFI-A2012-R22KJT CS201212-R22K
SFI-A2012-R27KJT CS201212-R27K
SFI-A2012-R33KJT CS201212-R33K
SFI-A2012-R39KJT CS201212-R39K
SFI-A2012-R47KJT CS201212-R47K
SFI-A2012-R56KJT CS201212-R56K
SFI-A2012-R68KJT CS201212-R68K
SFI-A2012-R82KJT CS201212-R82K
SFI-A3216-100KJT CS321613-100K
SFI-A3216-120KJT CS321613-120K
SFI-A3216-150KJT CS321613-150K
SFI-A3216-180KJT CS321613-180K
SFI-A3216-1R0KJT CS321613-1R0K
SFI-A3216-1R2KJT CS321613-1R2K
SFI-A3216-1R5KJT CS321613-1R5K
SFI-A3216-1R8KJT CS321613-1R8K
SFI-A3216-220KJT CS321613-220K
SFI-A3216-270KJT CS321613-270K
SFI-A3216-2R2KJT CS321613-2R2K
SFI-A3216-2R7KJT CS321613-2R7K
SFI-A3216-330KJT CS321613-330K
SFI-A3216-3R3KJT CS321613-3R3K
SFI-A3216-3R9KJT CS321613-3R9K
SFI-A3216-47NKJT CS321613-47NK
SFI-A3216-4R7KJT CS321613-4R7K
SFI-A3216-56NKJT CS321613-56NK
SFI-A3216-5R6KJT CS321613-5R6K
SFI-A3216-68NKJT CS321613-68NK
SFI-A3216-6R8KJT CS321613-6R8K
SFI-A3216-82NKJT CS321613-82NK
SFI-A3216-8R2KJT CS321613-8R2K
SFI-A3216-R10KJT CS321613-R10K
SFI-A3216-R12KJT CS321613-R12K
SFI-A3216-R15KJT CS321613-R15K
SFI-A3216-R18KJT CS321613-R18K
SFI-A3216-R22KJT CS321613-R22K
SFI-A3216-R27KJT CS321613-R27K
SFI-A3216-R33KJT CS321613-R33K
SFI-A3216-R39KJT CS321613-R39K
SFI-A3216-R47KJT CS321613-R47K
SFI-A3216-R56KJT CS321613-R56K
SFI-A3216-R68KJT CS321613-R68K
SFI-A3216-R82KJT CS321613-R82K

Taiyoyuden Bourns
HK1680847NJ CI160808-47NJ
HK1680856NJ CI160808-56NJ
HK1680868NJ CI160808-68NJ
HK1680882NJ CI160808-82NJ
HK16808R10J CI160808-R10J
HK21251N5S CI201210-1N5D
HK21251N8S CI201210-1N8D
HK21252N2S CI201210-2N2D
HK21252N7S CI201210-2N7D
HK21253N3S CI201210-3N3D
HK21253N9S CI201210-3N9D
HK21254N7S CI201210-4N7D
HK21255N6S CI201210-5N6D
HK21256N8J CI201210-6N8J
HK21258N2J CI201210-8N2J
HK212510NJ CI201210-10NJ
HK212512NJ CI201210-12NJ
HK212515NJ CI201210-15NJ
HK212518NJ CI201210-18NJ
HK212522NJ CI201210-22NJ
HK212527NJ CI201210-27NJ
HK212533NJ CI201210-33NJ
HK212539NJ CI201210-39NJ
HK212547NJ CI201210-47NJ
HK212556NJ CI201210-56NJ
HK212568NJ CI201210-68NJ
HK212582NJ CI201210-82NJ
HK2125R10J CI201210-R10J
HK2125R12J CI201210-R12J
HK2125R15J CI201210-R15J
HK2125R18J CI201210-R18J
HK2125R22J CI201210-R22J
LK16081R0K CS160808-1R0K
LK16081R2K CS160808-1R2K
LK16081R5K CS160808-1R5K
LK16081R8K CS160808-1R8K
LK16082R2K CS160808-2R2K
LK16082R7K CS160808-2R7K
LK160847NM CS160808-47NK
LK160868NM CS160808-68NK
LK160882NM CS160808-82NK
LK1608R10K CS160808-R10K
LK1608R12K CS160808-R12K
LK1608R15K CS160808-R15K
LK1608R18K CS160808-R18K
LK1608R22K CS160808-R22K
LK1608R27K CS160808-R27K
LK1608R33K CS160808-R33K
LK1608R39K CS160808-R39K
LK1608R47K CS160808-R47K
LK1608R56K CS160808-R56K
LK1608R68K CS160808-R68K
LK1608R82K CS160808-R82K
LK2125100K CS201212-100K
LK2125120K CS201212-120K
LK2125150K CS201212-150K
LK2125180K CS201212-180K
LK21251R0K CS201212-1R0K
LK21251R2K CS201212-1R2K
LK21251R5K CS201212-1R5K
LK21251R8K CS201212-1R8K
LK2125220K CS201212-220K
LK2125270K CS201212-270K
LK21252R2K CS201212-2R2K
LK21252R7K CS201212-2R7K
LK2125330K CS201212-330K
LK21253R3K CS201212-3R3K
LK21253R9K CS201212-3R9K
LK212547NM CS201212-47NK
LK21254R7K CS201212-4R7K
LK21255R6K CS201212-5R6K
LK212568NM CS201212-68NK
LK21256R8K CS201212-6R8K
LK212582NM CS201212-82NK
LK21258R2K CS201212-8R2K
LK2125R10K CS201212-R10K
LK2125R12K CS201212-R12K
LK2125R15K CS201212-R15K
LK2125R18K CS201212-R18K
LK2125R22K CS201212-R22K
LK2125R27K CS201212-R27K
LK2125R33K CS201212-R33K
LK2125R39K CS201212-R39K
LK2125R47K CS201212-R47K
LK2125R56K CS201212-R56K
LK2125R68K CS201212-R68K
LK2125R82K CS201212-R82K
NLV25T-1R0K CM252016-1R0K
NLV25T-1R2K CM252016-1R2K
NLV25T-1R5K CM252016-1R5K
NLV25T-1R8K CM252016-1R8K
NLV25T-2R2K CM252016-2R2K
NLV25T-2R7K CM252016-2R7K
NLV25T-3R3K CM252016-3R3K
NLV25T-3R9K CM252016-3R9K
NLV25T-4R7K CM252016-4R7K

Taiyoyuden Bourns
BK 1608 HM 102 MZ1608-102Y
HK10051N0S CI100505-1N0D
HK10051N2S CI100505-1N2D
HK10051N5S CI100505-1N5D
HK10051N8S CI100505-1N8D
HK10052N2S CI100505-2N2D
HK10052N7S CI100505-2N7D
HK10053N3S CI100505-3N3D
HK10053N9S CI100505-3N9D
HK10054N7S CI100505-4N7D
HK10055N6S CI100505-5N6D
HK10056N8J CI100505-6N8J
HK10058N2J CI100505-8N2J
HK100510NJ CI100505-10NJ
HK100512NJ CI100505-12NJ
HK100515NJ CI100505-15NJ
HK100518NJ CI100505-18NJ
HK100522NJ CI100505-22NJ
HK100527NJ CI100505-27NJ
HK100533NJ CI100505-33NJ
HK100539NJ CI100505-39NJ
HK100547NJ CI100505-47NJ
HK100556NJ CI100505-56NJ
HK100568NJ CI100505-68NJ
HK100582NJ CI100505-82NJ
HK1005R10J CI100505-R10J
HK16081N0S CI160808-1N0D
HK16081N2S CI160808-1N2D
HK16081N5S CI160808-1N5D
HK16081N8S CI160808-1N8D
HK16082N2S CI160808-2N2D
HK16082N7S CI160808-2N7D
HK16083N3S CI160808-3N3D
HK16083N9S CI160808-3N9D
HK16084N7S CI160808-4N7D
HK16085N6S CI160808-5N6D
HK16086N8J CI160808-6N8J
HK16088N2J CI160808-8N2J
HK1680810NJ CI160808-10NJ
HK1680812NJ CI160808-12NJ
HK1680815NJ CI160808-15NJ
HK1680818NJ CI160808-18NJ
HK1680822NJ CI160808-22NJ
HK1680827NJ CI160808-27NJ
HK1680833NJ CI160808-33NJ
HK1680839NJ CI160808-39NJ

* Physical equivalent. Electrical specs within 10% of competitor.
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Taiyoyuden Bourns
NLV25T-5R6K CM252016-5R6K
NLV25T-6R8K CM252016-6R8K
NLV25T-8R2K CM252016-8R2K
NP06D B100M SRR7032-6R8M
NP06D B101M SRR7032-680M
NP06D B102M SRR7032-681M
NP06D B150M SRR7032-100M
NP06D B151M SRR7032-101M
NP06D B220M SRR7032-150M
NP06D B221M SRR7032-151M
NP06D B330M SRR7032-220M
NP06D B331M SRR7032-221M
NP06D B3R3M SRR7032-3R3M
NP06D B470M SRR7032-330M
NP06D B471M SRR7032-331M
NP06D B680M SRR7032-470M
NP06D B681M SRR7032-471M

TDK Bourns
MLF2012DR33KT CS201212-R33K
MLF2012DR39KT CS201212-R39K
MLF2012DR47KT CS201212-R47K
MLF2012DR56KT CS201212-R56K
MLF2012DR68KT CS201212-R68K
MLF2012DR82KT CS201212-R82K
MLF2012E100KT CS201212-100K
MLF2012E120KT CS201212-120K
MLF2012E6R8KT CS201212-6R8K
MLF2012E8R2KT CS201212-8R2K
MLG1608B10NJT CI160808-10NJ
MLG1608B12NJT CI160808-12NJ
MLG1608B15NJT CI160808-15NJ
MLG1608B18NJT CI160808-18NJ
MLG1608B1N0ST CI160808-1N0D
MLG1608B1N2ST CI160808-1N2D
MLG1608B1N5ST CI160808-1N5D
MLG1608B1N8ST CI160808-1N8D
MLG1608B22NJT CI160808-22NJ
MLG1608B27NJT CI160808-27NJ
MLG1608B2N2ST CI160808-2N2D
MLG1608B2N7ST CI160808-2N7D
MLG1608B33NJT CI160808-33NJ
MLG1608B39NJT CI160808-39NJ
MLG1608B3N3ST CI160808-3N3D
MLG1608B3N9ST CI160808-3N9D
MLG1608B47NJT CI160808-47NJ
MLG1608B4N7ST CI160808-4N7D
MLG1608B56NJT CI160808-56NJ
MLG1608B5N6ST CI160808-5N6D
MLG1608B68NJT CI160808-68NJ
MLG1608B6N8JT CI160808-6N8J
MLG1608B82NJT CI160808-82NJ
MLG1608B8N2JT CI160808-8N2J
MLG1608BR10JT CI160808-R10J
MLK1005S1N0S CI100505-1N0D
MLK1005S1N2S CI100505-1N2D
MLK1005S1N5S CI100505-1N5D
MLK1005S1N8S CI100505-1N8D
MLK1005S2N2S CI100505-2N2D
MLK1005S2N7S CI100505-2N7D
MLK1005S3N3S CI100505-3N3D
MLK1005S3N9S CI100505-3N9D
MLK1005S4N7S CI100505-4N7D
MLK1005S5N6D CI100505-5N6D
MLK1005S6N8J CI100505-6N8J
MLK1005S8N2J CI100505-8N2J
MLK1005S10NJ CI100505-10NJ
MLK1005S12NJ CI100505-12NJ
MLK1005S15NJ CI100505-15NJ
MLK1005S18NJ CI100505-18NJ
MLK1005S22NJ CI100505-22NJ
MLK1005S27NJ CI100505-27NJ
MLK1005S33NJ CI100505-33NJ
MLK1005S39NJ CI100505-39NJ
MLK1005S47NJ CI100505-47NJ
MLK1005S56NJ CI100505-56NJ
MLK1005S68NJ CI100505-68NJ
MLK1005S82NJ CI100505-82NJ
MLK1005SR10J CI100505-R10J
NL4532T-100K CM453232-100K
NL4532T-101K CM453232-101K
NL4532T-102K CM453232-102K
NL4532T-120K CM453232-120K
NL4532T-121K CM453232-121K
NL4532T-150K CM453232-150K
NL4532T-151K CM453232-151K
NL4532T-180K CM453232-180K
NL4532T-181K CM453232-181K
NL4532T-1R0K CM453232-1R0K
NL4532T-1R2K CM453232-1R2K
NL4532T-1R5K CM453232-1R5K
NL4532T-1R8K CM453232-1R8K
NL4532T-220K CM453232-220K
NL4532T-221K CM453232-221K
NL4532T-270K CM453232-270K
NL4532T-271K CM453232-271K
NL4532T-2R2K CM453232-2R2K
NL4532T-2R7K CM453232-2R7K
NL4532T-330K CM453232-330K
NL4532T-331K CM453232-331K
NL4532T-390K CM453232-390K
NL4532T-391K CM453232-391K
NL4532T-3R3K CM453232-3R3K
NL4532T-3R9K CM453232-3R9K
NL4532T-470K CM453232-470K
NL4532T-471K CM453232-471K
NL4532T-4R7K CM453232-4R7K
NL4532T-560K CM453232-560K
NL4532T-561K CM453232-561K
NL4532T-5R6K CM453232-5R6K
NL4532T-680K CM453232-680K
NL4532T-681K CM453232-681K
NL4532T-6R8K CM453232-6R8K
NL4532T-820K CM453232-820K
NL4532T-821K CM453232-821K

TDK Bourns
NL4532T-8R2K CM453232-8R2K
SLF7032T-100M1R4-2 SRR7032-100M
SLF7032T-101MR45-2 SRR7032-101M
SLF7032T-102MR13-2 SRR7032-102M
SLF7032T-150M1R1-2 SRR7032-150M
SLF7032T-151MR37-2 SRR7032-151M
SLF7032T-220MR96-2 SRR7032-220M
SLF7032T-221MR29-2 SRR7032-221M
SLF7032T-330MR75-2 SRR7032-330M
SLF7032T-331MR22-2 SRR7032-331M
SLF7032T-3R3M1R9-2 SRR7032-3R3M
SLF7032T-470MR67-2 SRR7032-470M
SLF7032T-471MR20-2 SRR7032-471M
SLF7032T-4R7M1R7-2 SRR7032-4R7M
SLF7032T-680MR59-2 SRR7032-680M
SLF7032T-681MR16-2 SRR7032-681M
SLF7032T-6R8M1R6-2 SRR7032-6R8M
SLF7045T-100M1R3 SRR7045-100M
SLF7045T-101MR50 SRR7045-101M
SLF7045T-102MR14 SRR7045-102M
SLF7045T-150M1R1 SRR7045-150M
SLF7045T-151MR40 SRR7045-151M
SLF7045T-220MR90 SRR7045-220M
SLF7045T-221MR33 SRR7045-221M
SLF7045T-330MR82 SRR7045-330M
SLF7045T-331MR25 SRR7045-331M
SLF7045T-470MR75 SRR7045-470M
SLF7045T-471MR22 SRR7045-471M
SLF7045T-680MR60 SRR7045-680M
SLF7045T-681MR20 SRR7045-681M

Toko Bourns
A814AY-220M=P3 SDR1045-220M
A814AY-221K=P3 SDR1045-221K
A814AY-330M=P3 SDR1045-330M
A814AY-331K=P3 SDR1045-331K
A814AY-470K=P3 SDR1045-470M
A814AY-471K=P3 SDR1045-471K
A814AY-680K=P3 SDR1045-680M
A814AY-681K=P3 SDR1045-681K
A879AY-100M=P3 SDR1030-100M
A879AY-101K=P3 SDR1030-101K
A879AY-102K=P3 SDR1030-102K
A879AY-150M=P3 SDR1030-150M
A879AY-151K=P3 SDR1030-151K
A879AY-220M=P3 SDR1030-220M
A879AY-221K=P3 SDR1030-221K
A879AY-330M=P3 SDR1030-330M
A879AY-331K=P3 SDR1030-331K
A879AY-470K=P3 SDR1030-470M
A879AY-471K=P3 SDR1030-471K
A879AY-680K=P3 SDR1030-680M
A879AY-681K=P3 SDR1030-681K
A914BYW-100M=P3 SRU5018-100Y
A914BYW-102M=P3 SRU5018-101Y
A914BYW-150M=P3 SRU5018-150Y
A914BYW-220M=P3 SRU5018-220Y
A914BYW-2R2M=P3 SRU5018-2R2Y
A914BYW-330M=P3 SRU5018-330Y
A914BYW-3R5M=P3 SRU5018-3R5Y
A914BYW-470M=P3 SRU5018-470Y
A914BYW-4R7M=P3 SRU5018-4R7Y
A914BYW-680M=P3 SRU5018-680Y
A914BYW-6R8M=P3 SRU5018-6R8Y
A915BY-100M=P3 SRU5028-100Y
A915BY-101M=P3 SRU5028-101Y
A915BY-150M=P3 SRU5028-150Y
A915BY-220M=P3 SRU5028-220Y
A915BY-330M=P3 SRU5028-330Y
A915BY-470M=P3 SRU5028-470Y
A915BY-4R7M=P3 SRU5028-4R7Y
A915BY-680M=P3 SRU5028-680Y
A915BY-6R8M=P3 SRU5028-6R8Y
A960AW=100M=P3 SRU5016-100Y
A960AW=150M=P3 SRU5016-150Y
A960AW=220M=P3 SRU5016-220Y
A960AW=330M=P3 SRU5016-330Y
A960AW=470M=P3 SRU5016-470Y
A960AW=6R8M=P3 SRU5016-6R8Y
A960AW-100M=P3 SRR4011-100Y
A960AW-150M=P3 SRR4011-150Y
A960AW-1R2M=P3 SRR4011-1R2Y
A960AW-220M=P3 SRR4011-220Y
A960AW-2R3M=P3 SRR4011-2R2Y
A960AW-330M=P3 SRR4011-330Y
A960AW-470M=P3 SRR4011-470Y
A994AY-100M=P3 SRU5011-100Y
A994AY-101M=P3 SRU5011-101Y
A994AY-150M=P3 SRU5011-150Y
A994AY-220M=P3 SRU5011-220Y
A994AY-330M=P3 SRU5011-330Y
A994AY-470M=P3 SRU5011-470Y
A994AY-4R7M=P3 SRU5011-4R7Y
A994AY-680M=P3 SRU5011-680Y
A994AY-6R8M=P3 SRU5011-6R8Y
LL1005-FH1N0S CI100505-1N0D
LL1005-FH1N2S CI100505-1N2D
LL1005-FH1N5S CI100505-1N5D
LL1005-FH1N8S CI100505-1N8D
LL1005-FH2N2S CI100505-2N2D
LL1005-FH2N7S CI100505-2N7D
LL1005-FH3N3S CI100505-3N3D
LL1005-FH3N9S CI100505-3N9D
LL1005-FH4N7S CI100505-4N7D
LL1005-FH5N6S CI100505-5N6D
LL1005-FH6N8J CI100505-6N8J
LL1005-FH8N2J CI100505-8N2J
LL1005FH10NJ CI100505-10NJ
LL1005FH12NJ CI100505-12NJ
LL1005FH15NJ CI100505-15NJ
LL1005FH18NJ CI100505-18NJ
LL1005FH22NJ CI100505-22NJ
LL1005FH27NJ CI100505-27NJ
LL1005FH33NJ CI100505-33NJ
LL1005FH39NJ CI100505-39NJ
LL1005FH47NJ CI100505-47NJ
LL1005FH56NJ CI100505-56NJ
LL1005FH68NJ CI100505-68NJ
LL1005FH82NJ CI100505-82NJ
LL1608-F1N0S CI160808-1N0D*
LL1608-F1N5S CI201210-1N5D
LL1608-F1N8S CI201210-1N8D
LL1608-F2N2S CI201210-2N2D
LL1608-F2N7S CI201210-2N7D
LL1608-F3N3J CI201210-3N3D
LL1608-F3N9J CI201210-3N9D
LL1608-F4N7J CI201210-4N7D
LL1608-F5N6J CI201210-5N6D

Toko Bourns
LL1608-F6N8J CI201210-6N8J
LL1608-F8N2J CI201210-8N2J
LL1608-F10NJ CI201210-10NJ
LL1608-F12NJ CI201210-12NJ
LL1608-F15NJ CI201210-15NJ
LL1608-F18NJ CI201210-18NJ
LL1608-F22NJ CI201210-22NJ
LL1608-F27NJ CI201210-27NJ
LL1608-F33NJ CI201210-33NJ
LL1608-F39NJ CI201210-39NJ
LL1608-F47NJ CI201210-47NJ
LL1608-F56NJ CI201210-56NJ
LL1608-F68NJ CI201210-68NJ
LL1608-F82NJ CI201210-82NJ
LL2012-F1N5S CI201210-1N5D
LL2012-F1N8S CI201210-1N8D
LL2012-F2N2S CI201210-2N2D
LL2012-F2N7S CI201210-2N7D
LL2012-F3N3S CI201210-3N3D
LL2012-F3N9S CI201210-3N9D
LL2012-F4N7S CI201210-4N7D
LL2012-F5N6S CI201210-5N6D
LL2012-F6N8J CI201210-6N8J
LL2012-F8N2J CI201210-8N2J
LL2012-F10NJ CI201210-10NJ
LL2012-F12NJ CI201210-12NJ
LL2012-F15NJ CI201210-15NJ
LL2012-F18NJ CI201210-18NJ
LL2012-F22NJ CI201210-22NJ
LL2012-F27NJ CI201210-27NJ
LL2012-F33NJ CI201210-33NJ
LL2012-F39NJ CI201210-39NJ
LL2012-F47NJ CI201210-47NJ
LL2012-F56NJ CI201210-56NJ
LL2012-F68NJ CI201210-68NJ
LL2012-F82NJ CI201210-82NJ
LLQ1608-A10NG CW160808-10NG
LLQ1608-A10NJ CW160808-10NJ
LLQ1608-A12NG CW160808-12NG
LLQ1608-A12NJ CW160808-12NJ
LLQ1608-A15NG CW160808-15NG
LLQ1608-A15NJ CW160808-15NJ
LLQ1608-A18NG CW160808-18NG
LLQ1608-A18NJ CW160808-18NJ
LLQ1608-A1N8M CW160808-1N8M
LLQ1608-A22NG CW160808-22NG
LLQ1608-A22NJ CW160808-22NJ
LLQ1608-A27NG CW160808-27NG
LLQ1608-A27NJ CW160808-27NJ
LLQ1608-A33NG CW160808-33NG
LLQ1608-A33NJ CW160808-33NJ
LLQ1608-A39NG CW160808-39NG
LLQ1608-A39NJ CW160808-39NJ
LLQ1608-A3N9K CW160808-3N9K
LLQ1608-A47NG CW160808-47NG
LLQ1608-A47NJ CW160808-47NJ
LLQ1608-A4N7K CW160808-4N7K
LLQ1608-A56NG CW160808-56NG
LLQ1608-A56NJ CW160808-56NJ
LLQ1608-A68NG CW160808-68NG
LLQ1608-A68NJ CW160808-68NJ
LLQ1608-A6N8G CW160808-6N8G
LLQ1608-A6N8J CW160808-6N8J
LLQ1608-A82NG CW160808-82NG
LLQ1608-A82NJ CW160808-82NJ
LLQ1608-A8N2G CW160808-8N2G
LLQ1608-A8N2J CW160808-8N2J
LLQ1608-AR10G CW160808-R10G
LLQ1608-AR10J CW160808-R10J
LLQ1608-AR12G CW160808-R12G
LLQ1608-AR12J CW160808-R12J
LLQ1608-AR15G CW160808-R15G
LLQ1608-AR15J CW160808-R15J
LLQ1608-AR18G CW160808-R18G
LLQ1608-AR18J CW160808-R18J
LLQ1608-AR22G CW160808-R22G
LLQ1608-AR22J CW160808-R22J
LLQ1608-AR27G CW160808-R27G
LLQ1608-AR27J CW160808-R27J

Transpower Bourns
SD44-103 SDR2207-100M
SD44-104 SDR2207-101K
SD44-153 SDR2207-150Y
SD44-223 SDR2207-220Y
SD44-332 SDR2207-3R3M
SD44-333 SDR2207-330Y
SD44-472 SDR2207-4R7M
SD44-473 SDR2207-470K
SD44-562 SDR2207-5R6M
SD44-682 SDR2207-6R8M
SD44-683 SDR2207-680K

Toko Bourns
636CY-100M=P3 SRR7032-100M
636CY-101M=P3 SRR7032-101M
636CY-150M=P3 SRR7032-150M
636CY-220M=P3 SRR7032-220M
636CY-330M=P3 SRR7032-330M
636CY-3R3M=P3 SRR7032-3R3M
636CY-470M=P3 SRR7032-470M
636CY-4R7M=P3 SRR7032-4R7M
636CY-680M=P3 SRR7032-680M
636CY-6R8M=P3 SRR7032-6R8M
636FY-100M=P3 SDR7030-100M
636FY-101M=P3 SDR7030-101K
636FY-150M=P3 SDR7030-150M
636FY-1R0M=P3 SDR7030-1R0M
636FY-1R5M=P3 SDR7030-1R5M
636FY-220M=P3 SDR7030-220M
636FY-2R2M=P3 SDR7030-2R2M
636FY-330M=P3 SDR7030-330M
636FY-470M=P3 SDR7030-470K
636FY-4R7M=P3 SDR7030-4R7M
636FY-680M=P3 SDR7030-680K
646CY-100M=P3 SRR7045-100M
646CY-101M=P3 SRR7045-101M
646CY-150M=P3 SRR7045-150M
646CY-151M=P3 SRR7045-151M
646CY-220M=P3 SRR7045-220M
646CY-221M=P3 SRR7045-221M
646CY-330M=P3 SRR7045-330M
646CY-331M=P3 SRR7045-331M
646CY-470M=P3 SRR7045-470M
646CY-471M=P3 SRR7045-471M
646CY-680M=P3 SRR7045-680M
817FY-100M=P3 SDR7045-100M
817FY-101M=P3 SDR7045-101K
817FY-150M=P3 SDR7045-150M
817FY-1R5M=P3 SDR7045-1R5M
817FY-220M=P3 SDR7045-220M
817FY-2R2M=P3 SDR7045-2R2M
817FY-330M=P3 SDR7045-330M
817FY-3R3M=P3 SDR7045-3R3M
817FY-470M=P3 SDR7045-470K
817FY-4R7M=P3 SDR7045-4R7M
817FY-680M=P3 SDR7045-680K
817FY-6R8M=P3 SDR7045-6R8M
892NAS-100M=P3 SRR1240-100M
892NAS-150M=P3 SRR1240-150M
892NAS-4R7M=P3 SRR1240-4R7Y
892NAS-6R8M=P3 SRR1240-6R8M
892NBF-680M=P3 SRR1240-680M
892NBS-220M=P3 SRR1240-220M
892NBS-470M=P3 SRR1240-470M
892NCF-101M=P3 SRR1240-101M
892NCS-330M=P3 SRR1240-330M
919AS-100M=P3 SRU1048-100Y
919AS-220M=P3 SRU1048-220Y
919AS-330M=P3 SRU1048-330Y
919AS-470M=P3 SRU1048-470Y
919AS-4R7M=P3 SRU1048-4R7Y
A814AY-100M=P3 SDR1045-100M
A814AY-101K=P3 SDR1045-101K
A814AY-102K=P3 SDR1045-102K
A814AY-150M=P3 SDR1045-150M
A814AY-151K=P3 SDR1045-151K

TDK Bourns
ACB1608L-030-T MT1608-300Y
ACB1608L-120-T MG1608-121Y
ACB1608L-300-T MU1608-301Y
ACB1608M-030-T MT1608-300Y
ACB1608M-030-T MG1608-121Y
ACB1608M-300-T MU1608-301Y
ACB1608M-600-M MZ1608-601Y
ACB2012L-120-T MG2029-121Y
ACB2012M-120-T MG2029-121Y
ACB2012M-300-T MU2029-301Y
ACB2012M-300-T MZ2029-601Y
HF30ACB321611-T MT3261-190Y
HF30ACB322513-T MT3225-310Y
HF30ACB453215-T MT4532-700Y
HF30ACC201209-T MH2029-070Y
HF30ACC321611-T MH3261-190Y
HF30ACC453215-T MH4532-700Y
HF50ACB321611-T MT3261-310Y
HF50ACB322513-T MT3225-600Y
HF50ACC321611-T MH3261-310Y
HF50ACC453215-T MH4532-131Y
HF70ACB321611-T MT3261-260Y
HF70ACB322513-T MT3225-520Y
HF70ACB453215-T MT4532-121Y
HF70ACB453215-T MT4532-131Y
HF70ACC201209-T MH2029-100Y
HF70ACC321611-T MH3261-260Y
HF70ACC322513-T MH3225-520Y
HF70ACC453215-T MH4532-121Y
MLF1608A1R0KT CS160808-1R0K
MLF1608A1R2KT CS160808-1R2K
MLF1608A1R5KT CS160808-1R5K
MLF1608A1R8KT CS160808-1R8K
MLF1608A2R2KT CS160808-2R2K
MLF1608A2R7KT CS160808-2R7K
MLF1608D47NKT CS160808-47NK
MLF1608D56NKT CS160808-56NK
MLF1608D68NKT CS160808-68NK
MLF1608D82NKT CS160808-82NK
MLF1608DR10KT CS160808-R10K
MLF1608DR12KT CS160808-R12K
MLF1608DR15KT CS160808-R15K
MLF1608DR18KT CS160808-R18K
MLF1608DR22KT CS160808-R22K
MLF1608DR27KT CS160808-R27K
MLF1608DR33KT CS160808-R33K
MLF1608DR39KT CS160808-R39K
MLF1608DR47KT CS160808-R47K
MLF1608DR56KT CS160808-R56K
MLF1608DR68KT CS160808-R68K
MLF1608DR82KT CS160808-R82K
MLF2012A1R0KT CS201212-1R0K
MLF2012A1R2KT CS201212-1R2K
MLF2012A1R5KT CS201212-1R5K
MLF2012A1R8KT CS201212-1R8K
MLF2012A2R2KT CS201212-2R2K
MLF2012A2R7KT CS201212-2R7K
MLF2012A3R3KT CS201212-3R3K
MLF2012A3R9KT CS201212-3R9K
MLF2012A4R7KT CS201212-4R7K
MLF2012A5R6KT CS201212-5R6K
MLF2012C150KT CS201212-150K
MLF2012C180KT CS201212-180K
MLF2012C220KT CS201212-220K
MLF2012C270KT CS201212-270K
MLF2012C330KT CS201212-330K
MLF2012D47NKT CS201212-47NK
MLF2012D56NKT CS201212-56NK
MLF2012D68NKT CS201212-68NK
MLF2012D82NKT CS201212-82NK
MLF2012DR10KT CS201212-R10K
MLF2012DR12KT CS201212-R12K
MLF2012DR15KT CS201212-R15K
MLF2012DR18KT CS201212-R18K
MLF2012DR22KT CS201212-R22K
MLF2012DR27KT CS201212-R27K

Current rating of CI160808 is 300 mA.
LL1608’s current rating is 400 - 1000 mA.

* Physical equivalent. Electrical specs within 10% of competitor.
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Vishay Bourns
IDC-2512 1.0 uH ±20% SDR0703-1R0M
IDC-2512 1.5 uH ±20% SDR0703-1R2M
IDC-2512 10 uH ±20% SDR0703-100K
IDC-2512 100 uH ±20% SDR0703-101K
IDC-2512 1000 uH ±20% SDR0703-102K
IDC-2512 15 uH ±20% SDR0703-150K
IDC-2512 150 uH ±20% SDR0703-151K
IDC-2512 2.2 uH ±20% SDR0703-2R2M
IDC-2512 22 uH ±20% SDR0703-220K
IDC-2512 220 uH ±20% SDR0703-221K
IDC-2512 3.3 uH ±20% SDR0703-3R3M
IDC-2512 33 uH ±20% SDR0703-330K
IDC-2512 330 uH ±20% SDR0703-331K
IDC-2512 4.7 uH ±20% SDR0703-4R7K
IDC-2512 47 uH ±20% SDR0703-470K
IDC-2512 470 uH ±20% SDR0703-471K
IDC-2512 6.8 uH ±20% SDR0703-6R8K
IDC-2512 68 uH ±20% SDR0703-680K
IDC-2512 680 uH ±20% SDR0703-681K
IDC-5020 1.0 uH ±20% SDR1005-1R0M
IDC-5020 1.5 uH ±20% SDR1005-1R5M
IDC-5020 10 uH ±20% SDR1005-100M
IDC-5020 100 uH ±20% SDR1005-101K
IDC-5020 1000 uH ±20% SDR1005-102K
IDC-5020 15 uH ±20% SDR1005-150M
IDC-5020 150 uH ±20% SDR1005-151K
IDC-5020 2.5 uH ±20% SDR1005-2R5M
IDC-5020 22 uH ±20% SDR1005-220M
IDC-5020 220 uH ±20% SDR1005-221K
IDC-5020 3.3 uH ±20% SDR1005-3R3M
IDC-5020 33 uH ±20% SDR1005-330K
IDC-5020 330 uH ±20% SDR1005-331K
IDC-5020 4.7 uH ±20% SDR1005-4R7M
IDC-5020 47 uH ±20% SDR1005-470K
IDC-5020 470 uH ±20% SDR1005-471K
IDC-5020 6.8 uH ±20% SDR1005-6R8M
IDC-5020 68 uH ±20% SDR1005-680K
IDC-5020 680 uH ±20% SDR1005-681K
IDC-7328 1.0 uH ±20% SDR1806-1R0M
IDC-7328 10 uH ±20% SDR1806-100M
IDC-7328 10 uH ±20% SDR1806-101K
IDC-7328 1000 uH ±20% SDR1806-102K
IDC-7328 15 uH ±20% SDR1806-150M
IDC-7328 150 uH ±20% SDR1806-151K
IDC-7328 2.2 uH ±20% SDR1806-2R2M
IDC-7328 22 uH ±20% SDR1806-220M
IDC-7328 220 uH ±20% SDR1806-221K
IDC-7328 3.3 uH ±20% SDR1806-3R3M
IDC-7328 33 uH ±20% SDR1806-330M
IDC-7328 330 uH ±20% SDR1806-331K
IDC-7328 47 uH ±20% SDR1806-470M
IDC-7328 470 uH ±20% SDR1806-471K
IDC-7328 5.6 uH ±20% SDR1806-5R6M
IDC-7328 68 uH ±20% SDR1806-680M
IDC-7328 680 uH ±20% SDR1806-681K
IDCP-1813 1.0 uH ±20% SDR0403-1R0M
IDCP-1813 1.4 uH ±20% SDR0403-1R4M
IDCP-1813 1.8 uH ±20% SDR0403-1R8M
IDCP-1813 10 uH ±20% SDR0403-100M
IDCP-1813 12 uH ±20% SDR0403-120M
IDCP-1813 15 uH ±20% SDR0403-150M
IDCP-1813 18 uH ±20% SDR0403-180M
IDCP-1813 2.2 uH ±20% SDR0403-2R2M
IDCP-1813 2.7 uH ±20% SDR0403-2R7M
IDCP-1813 22 uH ±20% SDR0403-220M
IDCP-1813 27 uH ±20% SDR0403-270K
IDCP-1813 3.3 uH ±20% SDR0403-3R3M
IDCP-1813 3.9 uH ±20% SDR0403-3R9M
IDCP-1813 33 uH ±20% SDR0403-330K
IDCP-1813 39 uH ±20% SDR0403-390K
IDCP-1813 4.7 uH ±20% SDR0403-4R7M
IDCP-1813 47uH ±20% SDR0403-470K
IDCP-1813 5.6 uH ±20% SDR0403-5R6M
IDCP-1813 56 uH ±20% SDR0403-560K
IDCP-1813 6.8 uH ±20% SDR0403-6R8M
IDCP-1813 68 uH ±20% SDR0403-680K
IDCP-1813 8.2 uH ±20% SDR0403-8R2M
IDCP-2218 10 uH ±20% SDR0604-100M
IDCP-2218 100 uH ±20% SDR0604-101K
IDCP-2218 12 uH ±20% SDR0604-120M
IDCP-2218 120 uH ±20% SDR0604-121K
IDCP-2218 15 uH ±20% SDR0604-150Y
IDCP-2218 150 uH ±20% SDR0604-151K
IDCP-2218 18 uH ±20% SDR0604-180Y
IDCP-2218 180 uH ±20% SDR0604-181K
IDCP-2218 22 uH ±20% SDR0604-220Y
IDCP-2218 220 uH ±20% SDR0604-221K
IDCP-2218 27 uH ±20% SDR0604-270Y
IDCP-2218 33 uH ±20% SDR0604-330K
IDCP-2218 39 uH ±20% SDR0604-390K
IDCP-2218 47 uH ±20% SDR0604-470K
IDCP-2218 56 uH ±20% SDR0604-560K
IDCP-2218 68 uH ±20% SDR0604-680K
IDCP-2218 82 uH ±20% SDR0604-820K
IDCP-3020 10 uH SDR0805-100M
IDCP-3020 12 uH SDR0805-120M

Vishay Bourns
IDCP-3020 15 uH SDR0805-150M
IDCP-3020 18 uH SDR0805-180M
IDCP-3020 22 uH SDR0805-220M
IDCP-3020 27 uH SDR0805-270K
IDCP-3020 33 uH SDR0805-330K
IDCP-3020 39 uH SDR0805-390K
IDCP-3020 47 uH SDR0805-470K
IDCP-3020 56 uH SDR0805-560K
IDCP-3020 68 uH SDR0805-680K
IDCP-3020 82 uH SDR0805-820K
IDCP-3020 100 uH SDR0805-101K
IDCP-3020 120 uH SDR0805-121K
IDCP-3020 150 uH SDR0805-151K
IDCP-3020 180 uH SDR0805-181K
IDCP-3020 220 uH SDR0805-221K
IDCP-3020 270 uH SDR0805-271K
IDCP-3020 330 uH SDR0805-331K
IDCP-3020 390 uH SDR0805-391K
IDCP-3020 470 uH SDR0805-471K
IDCP-3722 10 uH ±20% SDR1006-100M
IDCP-3722 100 uH ±20% SDR1006-101K
IDCP-3722 12 uH ±20% SDR1006-120M
IDCP-3722 120 uH ±20% SDR1006-121K
IDCP-3722 15 uH ±20% SDR1006-150M
IDCP-3722 150 uH ±20% SDR1006-151K
IDCP-3722 18 uH ±20% SDR1006-180M
IDCP-3722 180 uH ±20% SDR1006-181K
IDCP-3722 22 uH ±20% SDR1006-220M
IDCP-3722 220 uH ±20% SDR1006-221K
IDCP-3722 27 uH ±20% SDR1006-270K
IDCP-3722 270 uH ±20% SDR1006-271K
IDCP-3722 33 uH ±20% SDR1006-330K
IDCP-3722 330 uH ±20% SDR1006-331K
IDCP-3722 39 uH ±20% SDR1006-390K
IDCP-3722 390 uH ±20% SDR1006-391K
IDCP-3722 47 uH ±20% SDR1006-470K
IDCP-3722 470 uH ±20% SDR1006-471K
IDCP-3722 56 uH ±20% SDR1006-560K
IDCP-3722 560 uH ±20% SDR1006-561K
IDCP-3722 68 uH ±20% SDR1006-680K
IDCP-3722 680 uH ±20% SDR1006-681K
IDCP-3722 82 uH ±20% SDR1006-820K
IDCP-3722 820 uH ±20% SDR1006-821K
IDCP3916-NB-100M SDR1045-100M
IDCP3916-NB-101M SDR1045-101K
IDCP3916-NB-150M SDR1045-150M
IDCP3916-NB-151M SDR1045-151K
IDCP3916-NB-220M SDR1045-220M
IDCP3916-NB-221M SDR1045-221K
IDCP3916-NB-330M SDR1045-330M
IDCP3916-NB-331M SDR1045-331K
IDCP3916-NB-470M SDR1045-470M
IDCP3916-NB-471M SDR1045-471K
IDCP3916-NB-680M SDR1045-680M
IDCS-2512 1.0 uH ±20% SRR6603-1R0M
IDCS-2512 1.5 uH ±20% SRR6603-1R5M
IDCS-2512 10 uH ±20% SRR6603-100M
IDCS-2512 100 uH ±20% SRR6603-101M
IDCS-2512 1000 uH ±20% SRR6603-102M
IDCS-2512 15 uH ±20% SRR6603-150M
IDCS-2512 150 uH ±20% SRR6603-151M
IDCS-2512 2.2 uH ±20% SRR6603-2R2M
IDCS-2512 220 uH ±20% SRR6603-221M
IDCS-2512 3.3 uH ±20% SRR6603-3R3M
IDCS-2512 33 uH ±20% SRR6603-330M
IDCS-2512 330 uH ±20% SRR6603-331M
IDCS-2512 4.7 uH ±20% SRR6603-4R7M
IDCS-2512 47 uH ±20% SRR6603-470M
IDCS-2512 470 uH ±20% SRR6603-471M
IDCS-2512 6.8 uH ±20% SRR6603-6R8M
IDCS-2512 68 uH ±20% SRR6603-680M
IDCS-2512 680 uH ±20% SRR6603-681M
*IDCS-5020 2.2 uH SRR1005-2R2M
*IDCS-5020 3.0 uH SRR1005-3R0M
IDCS-5020 4.7 uH SRR1005-4R7M
IDCS-5020 7.0 uH SRR1005-7R0M
IDCS-5020 10 uH SRR1005-100M
IDCS-5020 15 uH SRR1005-150M
IDCS-5020 22 uH SRR1005-220Y
IDCS-5020 33 uH SRR1005-330Y
IDCS-5020 47 uH SRR1005-470Y
IDCS-7328 10 uH ±20% SRR1806-100M
IDCS-7328 100 uH ±20% SRR1806-101M
IDCS-7328 1000 uH ±20% SRR1806-102M
IDCS-7328 15 uH ±20% SRR1806-150M
IDCS-7328 150 uH ±20% SRR1806-151M
IDCS-7328 22 uH ±20% SRR1806-220M
IDCS-7328 220 uH ±20% SRR1806-221M
IDCS-7328 33 uH ±20% SRR1806-330M
IDCS-7328 330 uH ±20% SRR1806-331M
IDCS-7328 47 uH ±20% SRR1806-470M
IDCS-7328 470 uH ±20% SRR1806-471M
IDCS-7328 68 uH ±20% SRR1806-680M
IDCS-7328 680 uH ±20% SRR1806-681M
ILC-0402 1.0 nH ±0.3 nH CI100505-1N0D
ILC-0402 1.2 nH ±0.3 nH CI100505-1N2D

Vishay Bourns
ILC-0402 1.5 nH ±0.3 nH CI100505-1N5D
ILC-0402 1.8 nH ±0.3 nH CI100505-1N8D
ILC-0402 10 nH ±5% CI100505-10NJ
ILC-0402 12 nH ±5% CI100505-12NJ
ILC-0402 15 nH ±5% CI100505-15NJ
ILC-0402 18 nH ±5% CI100505-18NJ
ILC-0402 2.2 nH ±0.3 nH CI100505-2N2D
ILC-0402 2.7 nH ±0.3 nH CI100505-2N7D
ILC-0402 22 nH ±5% CI100505-22NJ
ILC-0402 27 nH ±5% CI100505-27NJ
ILC-0402 3.3 nH ±0.3 nH CI100505-3N3D
ILC-0402 3.9 nH ±0.3 nH CI100505-3N9D
ILC-0402 33 nH ±5% CI100505-33NJ
ILC-0402 39 nH ±5% CI100505-39NJ
ILC-0402 4.7 nH ±0.3 nH CI100505-4N7D
ILC-0402 47 nH ±5% CI100505-47NJ
ILC-0402 5.6 nH ±0.3 nH CI100505-5N6D
ILC-0402 6.8 nH ±5% CI100505-6N8J
ILC-0402 8.2 nH ±5% CI100505-8N2J
ILC-0603 1.0 nH ±0.3 nH CI160808-1N0D
ILC-0603 1.2 nH ±0.3 nH CI160808-1N2D
ILC-0603 1.5 nH ±0.3 nH CI160808-1N5D
ILC-0603 1.8 nH ±0.3 nH CI160808-1N8D
ILC-0603 10 nH ±5% CI160808-10NJ
ILC-0603 100 nH ±5% CI160808-R10J
ILC-0603 12 nH ±5% CI160808-12NJ
ILC-0603 120 nH ±5% CI160808-R12J
ILC-0603 15 nH ±5% CI160808-15NJ
ILC-0603 150 nH ±5% CI160808-R15J
ILC-0603 18 nH ±5% CI160808-18NJ
ILC-0603 180 nH ±5% CI160808-R18J
ILC-0603 2.2 nH ±0.3 nH CI160808-2N2D
ILC-0603 2.7 nH ±0.3 nH CI160808-2N7D
ILC-0603 22 nH ±5% CI160808-22NJ
ILC-0603 220 nH ±5% CI160808-R22J
ILC-0603 27 nH ±5% CI160808-27NJ
ILC-0603 3.3 nH ±0.3 nH CI160808-3N3D
ILC-0603 3.9 nH ±0.3 nH CI160808-3N9D
ILC-0603 33 nH ±5% CI160808-33NJ
ILC-0603 39 nH ±5% CI160808-39NJ
ILC-0603 4.7 nH ±0.3 nH CI160808-4N7D
ILC-0603 47 nH ±5% CI160808-47NJ
ILC-0603 5.6 nH ±0.3 nH CI160808-5N6D
ILC-0603 56 nH ±5% CI160808-56NJ
ILC-0603 6.8 nH ±5% CI160808-6N8J
ILC-0603 68 nH ±5% CI160808-68NJ
ILC-0603 8.2 nH ±5% CI160808-8N2J
ILC-0603 82 nH ±5% CI160808-82NJ
ILSB-0603 0.047 uH ±20% CS160808-47NK
ILSB-0603 0.068 uH ±20% CS160808-68NK
ILSB-0603 0.082 uH ±20% CS160808-82NK
ILSB-0603 0.10 uH ±10% CS160808-R10K
ILSB-0603 0.12 uH ±10% CS160808-R12K
ILSB-0603 0.15 uH ±10% CS160808-R15K
ILSB-0603 0.18 uH ±10% CS160808-R18K
ILSB-0603 0.22 uH ±10% CS160808-R22K
ILSB-0603 0.27 uH ±10% CS160808-R27K
ILSB-0603 0.33 uH ±10% CS160808-R33K
ILSB-0603 0.39 uH ±10% CS160808-R39K
ILSB-0603 0.47 uH ±10% CS160808-R47K
ILSB-0603 0.56 uH ±10% CS160808-R56K
ILSB-0603 0.68 uH ±10% CS160808-R68K
ILSB-0603 0.82 uH ±10% CS160808-R82K
ILSB-0603 1.0 uH ±10% CS160808-1R0K
ILSB-0603 1.2 uH ±10% CS160808-1R2K
ILSB-0603 1.5 uH ±10% CS160808-1R5K
ILSB-0603 1.8 uH ±10% CS160808-1R8K
ILSB-0603 2.2 uH ±10% CS160808-2R2K
ILSB-0603 2.7 uH ±10% CS160808-2R7K
ILSB-0805 0.047 uH ±20% CS201212-47NK
ILSB-0805 0.056 uH ±20% CS201212-56NK
ILSB-0805 0.068 uH ±20% CS201212-68NK
ILSB-0805 0.082 uH ±20% CS201212-82NK
ILSB-0805 0.10 uH ±10% CS201212-R10K
ILSB-0805 0.12 uH ±10% CS201212-R12K
ILSB-0805 0.15 uH ±10% CS201212-R15K
ILSB-0805 0.18 uH ±10% CS201212-R18K
ILSB-0805 0.22 uH ±10% CS201212-R22K
ILSB-0805 0.27 uH ±10% CS201212-R27K
ILSB-0805 0.33 uH ±10% CS201212-R33K
ILSB-0805 0.39 uH ±10% CS201212-R39K
ILSB-0805 0.47 uH ±10% CS201212-R47K
ILSB-0805 0.56 uH ±10% CS201212-R56K
ILSB-0805 0.68 uH ±10% CS201212-R68K
ILSB-0805 0.82 uH ±10% CS201212-R82K
ILSB-0805 1.0 uH ±10% CS201212-1R0K
ILSB-0805 1.2 uH ±10% CS201212-1R2K
ILSB-0805 1.5 uH ±10% CS201212-1R5K
ILSB-0805 1.8 uH ±10% CS201212-1R8K
ILSB-0805 10 uH ±10% CS201212-100K
ILSB-0805 12 uH ±10% CS201212-120K
ILSB-0805 15 uH ±10% CS201212-150K
ILSB-0805 18 uH ±10% CS201212-180K
ILSB-0805 2.2 uH ±10% CS201212-2R2K
ILSB-0805 2.7 uH ±10% CS201212-2R7K
ILSB-0805 22 uH ±10% CS201212-220K

Vishay Bourns
ILSB-0805 27 uH ±10% CS201212-270K
ILSB-0805 3.3 uH ±10% CS201212-3R3K
ILSB-0805 3.9 uH ±10% CS201212-3R9K
ILSB-0805 4.7 uH ±10% CS201212-4R7K
ILSB-0805 5.6 uH ±10% CS201212-5R6K
ILSB-0805 6.8 uH ±10% CS201212-6R8K
ILSB-0805 8.2 uH ±10% CS201212-8R2K
ILSB-1206 0.047 uH ±20% CS321613-47NK
ILSB-1206 0.068 uH ±20% CS321613-68NK
ILSB-1206 0.10 uH ±10% CS321613-R10K
ILSB-1206 0.12 uH ±10% CS321613-R12K
ILSB-1206 0.15 uH ±10% CS321613-R15K
ILSB-1206 0.18 uH ±10% CS321613-R18K
ILSB-1206 0.22 uH ±10% CS321613-R22K
ILSB-1206 0.27 uH ±10% CS321613-R27K
ILSB-1206 0.33 uH ±10% CS321613-R33K
ILSB-1206 0.39 uH ±10% CS321613-R39K
ILSB-1206 0.47 uH ±10% CS321613-R47K
ILSB-1206 0.56 uH ±10% CS321613-R56K
ILSB-1206 0.68 uH ±10% CS321613-R68K
ILSB-1206 0.82 uH ±10% CS321613-R82K
ILSB-1206 1.0 uH ±10% CS321613-1R0K
ILSB-1206 1.2 uH ±10% CS321613-1R2K
ILSB-1206 1.5 uH ±10% CS321613-1R5K
ILSB-1206 1.8 uH ±10% CS321613-1R8K
ILSB-1206 10 uH ±10% CS321613-100K
ILSB-1206 12 uH ±10% CS321613-120K
ILSB-1206 15 uH ±10% CS321613-150K
ILSB-1206 18 uH ±10% CS321613-180K
ILSB-1206 2.2 uH ±10% CS321613-2R2K
ILSB-1206 2.7 uH ±10% CS321613-2R7K
ILSB-1206 22 uH ±10% CS321613-220K
ILSB-1206 27 uH ±10% CS321613-270K
ILSB-1206 3.3 uH ±10% CS321613-3R3K
ILSB-1206 3.9 uH ±10% CS321613-3R9K
ILSB-1206 33 uH ±10% CS321613-330K
ILSB-1206 4.7 uH ±10% CS321613-4R7K
ILSB-1206 5.6 uH ±10% CS321613-5R6K
ILSB-1206 6.8 uH ±10% CS321613-6R8K
ILSB-1206 8.2 uH ±10% CS321613-8R2K
IMC-0402 1.0 nH ±0.3nH CM100505-1N0D
IMC-0402 1.2 nH ±0.3nH CM100505-1N2D
IMC-0402 1.5 nH ±0.3nH CM100505-1N5D
IMC-0402 1.8 nH ±0.3nH CM100505-1N8D
IMC-0402 10 nH ±5% CM100505-10NJ
IMC-0402 12 nH ±5% CM100505-12NJ
IMC-0402 15 nH ±5% CM100505-15NJ
IMC-0402 18 nH ±5% CM100505-18NJ
IMC-0402 2.2 nH ±0.3nH CM100505-2N2D
IMC-0402 2.7 nH ±0.3nH CM100505-2N7D
IMC-0402 22 nH ±5% CM100505-22NJ
IMC-0402 27 nH ±5% CM100505-27NJ
IMC-0402 3.3 nH ±0.3nH CM100505-3N3D
IMC-0402 3.9 nH ±0.3nH CM100505-3N9D
IMC-0402 33 nH ±5% CM100505-33NJ
IMC-0402 39 nH ±5% CM100505-39NJ
IMC-0402 4.7 nH ±0.3nH CM100505-4N7D
IMC-0402 47 nH ±5% CM100505-47NJ
IMC-0402 5.6 nH ±0.3nH CM100505-5N6D
IMC-0402 6.8 nH ±5% CM100505-6N8J
IMC-0402 8.2 nH ±5% CM100505-8N2J
IMC-0603 1.5 nH ±0.3nH CM160808-1N5D
IMC-0603 1.8 nH ±0.3nH CM160808-1N8D
IMC-0603 10 nH ±5% CM160808-10NJ
IMC-0603 100 nH ±5% CM160808-R10J
IMC-0603 12 nH ±5% CM160808-12NJ
IMC-0603 15 nH ±5% CM160808-15NJ
IMC-0603 18 nH ±5% CM160808-18NJ
IMC-0603 2.2 nH ±0.3nH CM160808-2N2D
IMC-0603 2.7 nH ±0.3nH CM160808-2N7D
IMC-0603 22 nH ±5% CM160808-22NJ
IMC-0603 27 nH ±5% CM160808-27NJ
IMC-0603 3.3 nH ±0.3nH CM160808-3N3D
IMC-0603 3.9 nH ±5% CM160808-3N9J
IMC-0603 33 nH ±5% CM160808-33NJ
IMC-0603 39 nH ±5% CM160808-39NJ
IMC-0603 4.7 nH ±5% CM160808-4N7J
IMC-0603 47 nH ±5% CM160808-47NJ
IMC-0603 5.6 nH ±5% CM160808-5N6J
IMC-0603 56 nH ±5% CM160808-56NJ
IMC-0603 6.8 nH ±5% CM160808-6N8J
IMC-0603 68 nH ±5% CM160808-68NJ
IMC-0603 8.2 nH ±5% CM160808-8N2J
IMC-0603 82 nH ±5% CM160808-82NJ
IMC-1008-3.3nH±0.25nH CW252016-3N3M
IMC-1008-6.8nH±5% CW252016-6N8M
IMC-1008-8.2nH±5% CW252016-8N2K
IMC-1008-10nH±5% CW252016-10NK
IMC-1008-12nH±5% CW252016-12NK
IMC-1008-15nH±5% CW252016-15NK
IMC-1008-18nH±5% CW252016-18NK
IMC-1008-22nH±5% CW252016-22NK
IMC-1008-27nH±5% CW252016-27NK
IMC-1008-33nH±5% CW252016-33NK
IMC-1008-39nH±5% CW252016-39NK
IMC-1008-47nH±5% CW252016-47NK

Vishay Bourns
*IMC-1008-56nH±5% CW252016-56NJ
*IMC-1008-68nH±5% CW252016-68NJ
*IMC-1008-82nH±5% CW252016-82NJ
*IMC-1008-100nH±5% CW252016-R10J
*IMC-1008-120nH±5% CW252016-R12J
*IMC-1008-150nH±5% CW252016-R15J
*IMC-1008-180nH±5% CW252016-R18J
*IMC-1008-220nH±5% CW252016-R22J
*IMC-1008-270nH±5% CW252016-R27J
*IMC-1008-330nH±5% CW252016-R33J
*IMC-1008-390nH±5% CW252016-R39J
*IMC-1008-470nH±5% CW252016-R47J
*IMC-1008-560nH±5% CW252016-R56J
*IMC-1008-680nH±5% CW252016-R68J
*IMC-1008-820nH±5% CW252016-R82J
*IMC-1008-1000nH±5% CW252016-1R0J
*IMC-1008-1200nH±5% CW252016-1R2J
*IMC-1008-1500nH±5% CW252016-1R5J
*IMC-1008-1800nH±5% CW252016-1R8J
*IMC-1008-2200nH±5% CW252016-2R2J
ISC-1210-100K CF322513-100K
ISC-1210-1R0K CF322513-1R0K
ISC-1210-1R2K CF322513-1R2K
ISC-1210-1R5K CF322513-1R5K
ISC-1210-1R8K CF322513-1R8K
ISC-1210-2R2K CF322513-2R2K
ISC-1210-2R7K CF322513-2R7K
ISC-1210-3R3K CF322513-3R3K
ISC-1210-3R9K CF322513-3R9K
ISC-1210-4R7K CF322513-4R7K
ISC-1210-5R6K CF322513-5R6K
ISC-1210-6R8K CF322513-6R8K
ISC-1210-8R2K CF322513-8R2K
ISC-1210-R12M CF322513-R12K
ISC-1210-R15M CF322513-R15K
ISC-1210-R18M CF322513-R18K
ISC-1210-R22M CF322513-R22K
ISC-1210-R27M CF322513-R27K
ISC-1210-R33M CF322513-R33K
ISC-1210-R39M CF322513-R39K
ISC-1210-R47M CF322513-R47K
ISC-1210-R56M CF322513-R56K
ISC-1210-R68M CF322513-R68K
ISC-1210-R82M CF322513-R82K
ISC-1812-100K CF453215-100K
ISC-1812-120K CF453215-120K
ISC-1812-150K CF453215-150K
ISC-1812-180K CF453215-180K
ISC-1812-1R0K CF453215-1R0K
ISC-1812-1R2K CF453215-1R2K
ISC-1812-1R5K CF453215-1R5K
ISC-1812-1R8K CF453215-1R8K
ISC-1812-220K CF453215-220K
ISC-1812-270K CF453215-270K
ISC-1812-2R2K CF453215-2R2K
ISC-1812-2R7K CF453215-2R7K
ISC-1812-330K CF453215-330K
ISC-1812-3R3K CF453215-3R3K
ISC-1812-3R9K CF453215-3R9K
ISC-1812-4R7K CF453215-4R7K
ISC-1812-5R6K CF453215-5R6K
ISC-1812-6R8K CF453215-6R8K
ISC-1812-8R2K CF453215-8R2K
ISC-1812-R10K CF453215-R10K
ISC-1812-R12K CF453215-R12K
ISC-1812-R15K CF453215-R15K
ISC-1812-R18K CF453215-R18K
ISC-1812-R22K CF453215-R22K
ISC-1812-R27K CF453215-R27K
ISC-1812-R33K CF453215-R33K
ISC-1812-R39K CF453215-R39K
ISC-1812-R47K CF453215-R47K
ISC-1812-R56K CF453215-R56K
ISC-1812-R68K CF453215-R68K
ISC-1812-R82K CF453215-R82K

Wilco Bourns
SMC0805-10NG CW201212-10NG
SMC0805-10NJ CW201212-10NJ
SMC0805-12NG CW201212-12NG
SMC0805-12NJ CW201212-12NJ
SMC0805-15NG CW201212-15NG
SMC0805-15NJ CW201212-15NJ
SMC0805-18NG CW201212-18NG
SMC0805-18NJ CW201212-18NJ
SMC0805-22NG CW201212-22NG
SMC0805-22NJ CW201212-22NJ
SMC0805-27NG CW201212-27NG
SMC0805-27NJ CW201212-27NJ
SMC0805-2N2J CW201212-2N2J
SMC0805-33NG CW201212-33NG
SMC0805-33NJ CW201212-33NJ
SMC0805-39NG CW201212-39NG
SMC0805-39NJ CW201212-39NJ
SMC0805-3N3J CW201212-3N3J

* Physical equivalent. Electrical specs within 10% of competitor.



26 * Physical equivalent. Electrical specs within 10% of competitor.

Wilco Bourns
SMC0805-47NG CW201212-47NG
SMC0805-47NJ CW201212-47NJ
SMC0805-4N7J CW201212-4N7J
SMC0805-56NG CW201212-56NG
SMC0805-56NJ CW201212-56NJ
SMC0805-68NG CW201212-68NG
SMC0805-68NJ CW201212-68NJ
SMC0805-6N8G CW201212-6N8G
SMC0805-6N8J CW201212-6N8J
SMC0805-82NG CW201212-82NG
SMC0805-82NJ CW201212-82NJ
SMC0805-8N2G CW201212-8N2G
SMC0805-8N2J CW201212-8N2J
SMC0805-R10G CW201212-R10G
SMC0805-R10J CW201212-R10J
SMC0805-R12G CW201212-R12G
SMC0805-R12J CW201212-R12J
SMC0805-R15G CW201212-R15G
SMC0805-R15J CW201212-R15J
SMC0805-R18G CW201212-R18G
SMC0805-R18J CW201212-R18J
SMC0805-R22G CW201212-R22G
SMC0805-R22J CW201212-R22J
SMC0805-R27G CW201212-R27G
SMC0805-R27J CW201212-R27J
SMC0805-R33G CW201212-R33G
SMC0805-R33J CW201212-R33J
SMC0805-R39G CW201212-R39G
SMC0805-R39J CW201212-R39J
SMC1812-100K CM453232-100K
SMC1812-101K CM453232-101K
SMC1812-102K CM453232-102K
SMC1812-150K CM453232-150K
SMC1812-151K CM453232-151K
SMC1812-1R0K CM453232-1R0K
SMC1812-1R5K CM453232-1R5K
SMC1812-220K CM453232-220K
SMC1812-221K CM453232-221K
SMC1812-2R2K CM453232-2R2K
SMC1812-330K CM453232-330K
SMC1812-331K CM453232-331K
SMC1812-3R3K CM453232-3R3K
SMC1812-470K CM453232-470K
SMC1812-471K CM453232-471K
SMC1812-4R7K CM453232-4R7K
SMC1812-680K CM453232-680K
SMC1812-681K CM453232-681K
SMC1812-6R8K CM453232-6R8K
SMC1812-R10M CM453232-R10M
SMC1812-R22M CM453232-R22M
SMC1812-R33M CM453232-R33M
SMC1812-R47M CM453232-R47M
SMC1812-R68M CM453232-R68M
WMLC0805-100K CS201212-100K
WMLC0805-120K CS201212-120K
WMLC0805-180K CS201212-180K
WMLC0805-1R0K CS201212-1R0K
WMLC0805-1R2K CS201212-1R2K
WMLC0805-1R8K CS201212-1R8K
WMLC0805-270K CS201212-270K
WMLC0805-2R7K CS201212-2R7K
WMLC0805-330K CS201212-330K
WMLC0805-3R9K CS201212-3R9K
WMLC0805-5R6K CS201212-5R6K
WMLC0805-8R2K CS201212-8R2K
WMLC0805-R047M CS201212-47NK
WMLC0805-R082M CS201212-82NK
WMLC0805-R10M CS201212-R10K
WMLC0805-R12M CS201212-R12K
WMLC0805-R18M CS201212-R18K
WMLC0805-R27M CS201212-R27K
WMLC0805-R39M CS201212-R39K
WMLC0805-R56M CS201212-R56K
WMLC0805-R82M CS201212-R82K
WO20-100M SDR0703-100K
WO20-101M SDR0703-101K
WO20-102M SDR0703-102K
WO20-150M SDR0703-150K
WO20-151M SDR0703-151K
WO20-1R0M SDR0703-1R0M
WO20-220M SDR0703-220K
WO20-221M SDR0703-221K
WO20-2R2M SDR0703-2R2M
WO20-330M SDR0703-330K
WO20-331M SDR0703-331K
WO20-3R3M SDR0703-3R3M
WO20-470M SDR0703-470K
WO20-471M SDR0703-471K
WO20-680M SDR0703-680K
WO20-681M SDR0703-681K
WO20-6R8M SDR0703-6R8K
WO60-100M SDR1806-100M
WO60-101M SDR1806-101K
WO60-102M SDR1806-102K
WO60-150M SDR1806-150M
WO60-151M SDR1806-151K

Wilco Bourns
WO60-1R0M SDR1806-1R0M
WO60-220M SDR1806-220M
WO60-221M SDR1806-221K
WO60-2R2M SDR1806-2R2M
WO60-330M SDR1806-330M
WO60-331M SDR1806-331K
WO60-3R3M SDR1806-3R3M
WO60-470M SDR1806-470M
WO60-471M SDR1806-471K
WO60-5R6M SDR1806-5R6M
WO60-680M SDR1806-680M
WO60-681M SDR1806-681K
WO60S-100M SRR1806-100M
WO60S-101M SRR1806-101M
WO60S-102M SRR1806-102M
WO60S-150M SRR1806-150M
WO60S-151M SRR1806-151M
WO60S-220M SRR1806-220M
WO60S-221M SRR1806-221M
WO60S-330M SRR1806-330M
WO60S-331M SRR1806-331M
WO60S-470M SRR1806-470M
WO60S-471M SRR1806-471M
WO60S-680M SRR1806-680M
WO60S-681M SRR1806-681M

Yageo Bourns
CL321611T-R68K CS321613-R68K
CL321611T-R82K CS321613-R82K
LCN0603T-10NJ-S CW160808-10NJ
LCN0603T-12NJ-S CW160808-12NJ
LCN0603T-15NJ-S CW160808-15NJ
LCN0603T-18NJ-S CW160808-18NJ
LCN0603T-1N8D-S CW160808-1N8M
LCN0603T-22NJ-S CW160808-22NJ
LCN0603T-27NJ-S CW160808-27NJ
LCN0603T-33NJ-S CW160808-33NJ
LCN0603T-39NJ-S CW160808-39NJ
LCN0603T-47NJ-S CW160808-47NJ
LCN0603T-56NJ-S CW160808-56NJ
LCN0603T-68NJ-S CW160808-68NJ
LCN0603T-6N8J-S CW160808-6N8J
LCN0603T-82NJ-S CW160808-82NJ
LCN0603T-8N2J-S CW160808-8N2J
LCN0603T-R10J-S CW160808-R10J
LCN0805T-10NJ-S CW201212-10NJ
LCN0805T-12NJ-S CW201212-12NJ
LCN0805T-15NJ-S CW201212-15NJ
LCN0805T-18NJ-S CW201212-18NJ
LCN0805T-22NJ-S CW201212-22NJ
LCN0805T-27NJ-S CW201212-27NJ
LCN0805T-2N2J-S CW201212-2N2J
LCN0805T-33NJ-S CW201212-33NJ
LCN0805T-39NJ-S CW201212-39NJ
LCN0805T-3N3J-S CW201212-3N3J
LCN0805T-47NJ-S CW201212-47NJ
LCN0805T-4N7J-S CW201212-4N7J
LCN0805T-56NJ-S CW201212-56NJ
LCN0805T-68NJ-S CW201212-68NJ
LCN0805T-6N8J-S CW201212-6N8J
LCN0805T-82NJ-S CW201212-82NJ
LCN0805T-8N2J-S CW201212-8N2J
LCN0805T-R10J-S CW201212-R10J
LCN0805T-R12J-S CW201212-R12J
LCN0805T-R15J-S CW201212-R15J
LCN0805T-R18J-S CW201212-R18J
LCN0805T-R22J-S CW201212-R22J
LCN1008T-10NK-S CW252016-10NK
LCN1008T-12NK-S CW252016-12NK
LCN1008T-15NK-S CW252016-15NK
LCN1008T-18NK-S CW252016-18NK
LCN1008T-1R0J-S CW252016-1R0J
LCN1008T-1R2J-S CW252016-1R2J
LCN1008T-1R5J-S CW252016-1R5J
LCN1008T-1R8J-S CW252016-1R8J
LCN1008T-22NK-S CW252016-22NK
LCN1008T-27NK-S CW252016-27NK
LCN1008T-2R2J-S CW252016-2R2J
LCN1008T-2R7J-S CW252016-2R7J
LCN1008T-33NK-S CW252016-33NK
LCN1008T-39NK-S CW252016-39NK
LCN1008T-3R3J-S CW252016-3R3J
LCN1008T-47NK-S CW252016-47NK
LCN1008T-56NJ-S CW252016-56NJ
LCN1008T-68NJ-S CW252016-68NJ
LCN1008T-82NJ-S CW252016-82NJ
LCN1008T-R10J-S CW252016-R10J
LCN1008T-R12J-S CW252016-R12J
LCN1008T-R15J-S CW252016-R15J
LCN1008T-R18J-S CW252016-R18J
LCN1008T-R22J-S CW252016-R22J
LCN1008T-R27J-S CW252016-R27J
LCN1008T-R33J-S CW252016-R33J
LCN1008T-R39J-S CW252016-R39J
LCN1008T-R47J-S CW252016-R47J
LCN1008T-R56J-S CW252016-R56J
LCN1008T-R68J-S CW252016-R68J
LCN1008T-R82J-S CW252016-R82J
NL322522T-100K CM322522-100K
NL322522T-101K CM322522-101K
NL322522T-120K CM322522-120K
NL322522T-121K CM322522-121K
NL322522T-150K CM322522-150K
NL322522T-151K CM322522-151K
NL322522T-180K CM322522-180K
NL322522T-181K CM322522-181K
NL322522T-1R0K CM322522-1R0K
NL322522T-1R2K CM322522-1R2K
NL322522T-1R5K CM322522-1R5K
NL322522T-1R8K CM322522-1R8K
NL322522T-220K CM322522-220K
NL322522T-221K CM322522-221K
NL322522T-270K CM322522-270K
NL322522T-2R2K CM322522-2R2K
NL322522T-2R7K CM322522-2R7K
NL322522T-330K CM322522-330K
NL322522T-390K CM322522-390K
NL322522T-3R3K CM322522-3R3K
NL322522T-3R9K CM322522-3R9K
NL322522T-470K CM322522-470K
NL322522T-4R7K CM322522-4R7K
NL322522T-560K CM322522-560K
NL322522T-5R6K CM322522-5R6K

Yageo Bourns
NL322522T-680K CM322522-680K
NL322522T-6R8K CM322522-6R8K
NL322522T-820K CM322522-820K
NL322522T-8R2K CM322522-8R2K
NL322522T-R10M CM322522-R10M
NL322522T-R22M CM322522-R22M
NL322522T-R33M CM322522-R33M
NL322522T-R39M CM322522-R39M
NL322522T-R68M CM322522-R68M
NL453232T-100K CM453232-100K
NL453232T-101K CM453232-101K
NL453232T-102K CM453232-102K
NL453232T-120K CM453232-120K
NL453232T-121K CM453232-121K
NL453232T-150K CM453232-150K
NL453232T-151K CM453232-151K
NL453232T-180K CM453232-180K
NL453232T-181K CM453232-181K
NL453232T-1R0K CM453232-1R0K
NL453232T-1R2K CM453232-1R2K
NL453232T-1R5K CM453232-1R5K
NL453232T-1R8K CM453232-1R8K
NL453232T-220K CM453232-220K
NL453232T-221K CM453232-221K
NL453232T-270K CM453232-270K
NL453232T-271K CM453232-271K
NL453232T-2R2K CM453232-2R2K
NL453232T-2R7K CM453232-2R7K
NL453232T-330K CM453232-330K
NL453232T-331K CM453232-331K
NL453232T-390K CM453232-390K
NL453232T-391K CM453232-391K
NL453232T-3R3K CM453232-3R3K
NL453232T-3R9K CM453232-3R9K
NL453232T-470K CM453232-470K
NL453232T-471K CM453232-471K
NL453232T-4R7K CM453232-4R7K
NL453232T-560K CM453232-560K
NL453232T-561K CM453232-561K
NL453232T-5R6K CM453232-5R6K
NL453232T-680K CM453232-680K
NL453232T-681K CM453232-681K
NL453232T-6R8K CM453232-6R8K
NL453232T-820K CM453232-820K
NL453232T-821K CM453232-821K
NL453232T-8R2K CM453232-8R2K
NL453232T-R10M CM453232-R10M
NL453232T-R12M CM453232-R12M
NL453232T-R15M CM453232-R15M
NL453232T-R18M CM453232-R18M
NL453232T-R22M CM453232-R22M
NL453232T-R27M CM453232-R27M
NL453232T-R33M CM453232-R33M
NL453232T-R39M CM453232-R39M
NL453232T-R47M CM453232-R47M
NL453232T-R56M CM453232-R56M
NL453232T-R68M CM453232-R68M
NL453232T-R82M CM453232-R82M
SCD0403-100M-S SDR0403-100M
SCD0403-120M-S SDR0403-120M
SCD0403-150M-S SDR0403-150M
SCD0403-180M-S SDR0403-180M
SCD0403-1R0M-S SDR0403-1R0M
SCD0403-1R4M-S SDR0403-1R4M
SCD0403-1R8M-S SDR0403-1R8M
SCD0403-220M-S SDR0403-220M
SCD0403-270M-S SDR0403-270K
SCD0403-2R2M-S SDR0403-2R2M
SCD0403-2R7M-S SDR0403-2R7M
SCD0403-330M-S SDR0403-330K
SCD0403-390M-S SDR0403-390K
SCD0403-3R3M-S SDR0403-3R3M
SCD0403-3R9M-S SDR0403-3R9M
SCD0403-470M-S SDR0403-470K
SCD0403-4R7M-S SDR0403-4R7M
SCD0403-560M-S SDR0403-560K
SCD0403-5R6M-S SDR0403-5R6M
SCD0403-680M-S SDR0403-680K
SCD0403-6R8M-S SDR0403-6R8M
SCD0403-8R2M-S SDR0403-8R2M
SCD0504-100M-S SDR0604-100M
SCD0504-101M-S SDR0604-101K
SCD0504-120M-S SDR0604-120M
SCD0504-121M-S SDR0604-121K
SCD0504-150M-S SDR0604-150Y
SCD0504-151M-S SDR0604-151K
SCD0504-180M-S SDR0604-180Y
SCD0504-181M-S SDR0604-181K
SCD0504-220M-S SDR0604-220Y
SCD0504-221M-S SDR0604-221K
SCD0504-270M-S SDR0604-270Y
SCD0504-330M-S SDR0604-330K
SCD0504-390M-S SDR0604-390K
SCD0504-470M-S SDR0604-470K
SCD0504-560M-S SDR0604-560K
SCD0504-680M-S SDR0604-680K

Yageo Bourns
SCD0504-820M-S SDR0604-820K
SCD0705-100K SDR0805-100K
SCD0705-101K SDR0805-101K
SCD0705-120K SDR0805-120K
SCD0705-121K SDR0805-121K
SCD0705-150K SDR0805-150K
SCD0705-151K SDR0805-151K
SCD0705-180K SDR0805-180K
SCD0705-181K SDR0805-181K
SCD0705-220K SDR0805-220K
SCD0705-221K SDR0805-221K
SCD0705-270K SDR0805-270K
SCD0705-271K SDR0805-271K
SCD0705-330K SDR0805-330K
SCD0705-331K SDR0805-331K
SCD0705-390K SDR0805-390K
SCD0705-391K SDR0805-391K
SCD0705-470K SDR0805-470K
SCD0705-471K SDR0805-471K
SCD0705-560K SDR0805-560K
SCD0705-680K SDR0805-680K
SCD0705-820K SDR0805-820K
SCD1005-100M SDR1006-100M
SCD1005-101K SDR1006-101K
SCD1005-120M SDR1006-120M
SCD1005-121K SDR1006-121K
SCD1005-150M SDR1006-150M
SCD1005-151K SDR1006-151K
SCD1005-180M SDR1006-180M
SCD1005-181K SDR1006-181K
SCD1005-220M SDR1006-220M
SCD1005-221K SDR1006-221K
SCD1005-270M SDR1006-270K
SCD1005-271K SDR1006-271K
SCD1005-330M SDR1006-330K
SCD1005-331K SDR1006-331K
SCD1005-390K SDR1006-390K
SCD1005-391K SDR1006-391K
SCD1005-470K SDR1006-470K
SCD1005-471K SDR1006-471K
SCD1005-560K SDR1006-560K
SCD1005-561K SDR1006-561K
SCD1005-680K SDR1006-680K
SCD1005-681K SDR1006-681K
SCD1005-820K SDR1006-820K
SCD1005-821K SDR1006-821K
SSL0804T-100M-S SDR1005-100M
SSL0804T-101M-S SDR1005-101K
SSL0804T-102M-S SDR1005-102K
SSL0804T-150M-S SDR1005-150M
SSL0804T-151M-S SDR1005-151K
SSL0804T-1R0M-S SDR1005-1R0M
SSL0804T-1R5M-S SDR1005-1R5M
SSL0804T-220M-S SDR1005-220M
SSL0804T-221M-S SDR1005-221K
SSL0804T-2R5M-S SDR1005-2R5M
SSL0804T-330M-S SDR1005-330K
SSL0804T-331M-S SDR1005-331K
SSL0804T-3R3M-S SDR1005-3R3M
SSL0804T-470M-S SDR1005-470K
SSL0804T-471M-S SDR1005-471K
SSL0804T-4R7M-S SDR1005-4R7M
SSL0804T-680M-S SDR1005-680K
SSL0804T-681M-S SDR1005-681K
SSL0804T-6R8M-S SDR1005-6R8M
SSL1306-100M-S SRR1806-100M
SSL1306-101M-S SRR1806-101M
SSL1306-102M-S SRR1806-102M
SSL1306-150M-S SRR1806-150M
SSL1306-151M-S SRR1806-151M
SSL1306-220M-S SRR1806-220M
SSL1306-221M-S SRR1806-221M
SSL1306-330M-S SRR1806-330M
SSL1306-331M-S SRR1806-331M
SSL1306-470M-S SRR1806-470M
SSL1306-471M-S SRR1806-471M
SSL1306-680M-S SRR1806-680M
SSL1306-681M-S SRR1806-681M
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CL160808T-1R0K CS160808-1R0K
CL160808T-1R2K CS160808-1R2K
CL160808T-1R5K CS160808-1R5K
CL160808T-1R8K CS160808-1R8K
CL160808T-2R2K CS160808-2R2K
CL160808T-2R7K CS160808-2R7K
CL160808T-47NM CS160808-47NK
CL160808T-68NM CS160808-68NK
CL160808T-82NM CS160808-82NK
CL160808T-R10K CS160808-R10K
CL160808T-R12K CS160808-R12K
CL160808T-R15K CS160808-R15K
CL160808T-R18K CS160808-R18K
CL160808T-R22K CS160808-R22K
CL160808T-R27K CS160808-R27K
CL160808T-R33K CS160808-R33K
CL160808T-R39K CS160808-R39K
CL160808T-R47K CS160808-R47K
CL160808T-R56K CS160808-R56K
CL160808T-R68K CS160808-R68K
CL160808T-R82K CS160808-R82K
CL201212T-100K CS201212-100K
CL201212T-120K CS201212-120K
CL201212T-150K CS201212-150K
CL201212T-180K CS201212-180K
CL201212T-220K CS201212-220K
CL201212T-270K CS201212-270K
CL201212T-2R7K CS201212-2R7K
CL201212T-330K CS201212-330K
CL201212T-3R3K CS201212-3R3K
CL201212T-3R9K CS201212-3R9K
CL201212T-4R7K CS201212-4R7K
CL201212T-5R6K CS201212-5R6K
CL201212T-6R8K CS201212-6R8K
CL201212T-8R2K CS201212-8R2K
CL321611T-100K CS321613-100K
CL321611T-120K CS321613-120K
CL321611T-150K CS321613-150K
CL321611T-180K CS321613-180K
CL321611T-1R0K CS321613-1R0K
CL321611T-1R2K CS321613-1R2K
CL321611T-1R5K CS321613-1R5K
CL321611T-1R8K CS321613-1R8K
CL321611T-220K CS321613-220K
CL321611T-270K CS321613-270K
CL321611T-2R2K CS321613-2R2K
CL321611T-2R7K CS321613-2R7K
CL321611T-330K CS321613-330K
CL321611T-3R3K CS321613-3R3K
CL321611T-3R9K CS321613-3R9K
CL321611T-47NK CS321613-47NK
CL321611T-4R7K CS321613-4R7K
CL321611T-56NK CS321613-56NK
CL321611T-5R6K CS321613-5R6K
CL321611T-68NK CS321613-68NK
CL321611T-6R8K CS321613-6R8K
CL321611T-82NK CS321613-82NK
CL321611T-8R2K CS321613-8R2K
CL321611T-R10K CS321613-R10K
CL321611T-R12K CS321613-R12K
CL321611T-R15K CS321613-R15K
CL321611T-R18K CS321613-R18K
CL321611T-R22K CS321613-R22K
CL321611T-R27K CS321613-R27K
CL321611T-R33K CS321613-R33K
CL321611T-R39K CS321613-R39K
CL321611T-R47K CS321613-R47K
CL321611T-R56K CS321613-R56K
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Worldwide Sales Offices

Country Phone Fax

Benelux: +41 (0)41 768 5555 +41 (0)41 768 5510
Brazil: +55 11 5505 0601 +55 11 5505 4370
China: +86 21 64821250 +86 21 64821249
France: +33 (0)2 5473 5151 +33 (0)2 5473 5156
Germany: +49 (0)69 800 78212 +49 (0)69 800 78299
Ireland/UK: +44 (0)1276 691087 +44 (0)1276 691088
Italy: +41 (0)41 768 5555 +41 (0)41 768 5510
Japan: +81 49 269 3204 +81 49 269 3297
Malaysia (KL Office): +60 3 71183138 +60 3 71183139
Malaysia (Penang Office): +60 4 6581771 +60 4 6582771
Singapore: +65 63487227 +65 63481272
Switzerland: +41 (0)41 768 5555 +41 (0)41 768 5510
Taiwan: +886 2 25624117 +886 2 25624116
UK/Ireland: +44 (0)1276 691087 +44 (0)1276 691088
USA: +1-951-781-5500 +1-951-781-5006

Non-Listed European
Countries: +41 (0)41 768 5555 +41 (0)41 768 5510

Technical Assistance

Region Phone Fax

Asia-Pacific: +886 2 25624117 +886 2 25624116
Europe: +41 (0)41 768 5555 +41 (0)41 768 5510
Americas: +1-951-781-5500 +1-951-781-5700

www.bourns.com

Reliable Electronic Solutions 


